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Contact Loading Codes

0 {or blank) — Contacts
included

1 — Contacts not included:;
must be ordered separately
by AMP Part Number.

Note: When connectors are ordered
with contacts, the contact style sec-
tion {AA in the example code at the
top of this page) must be specified
so that the proper, unlcaded inserts
are included. COAXICON contacts
are not supplied in connector kits
and must be ordered separately.

Insertion and Extraclion

Typical Tool

ARINC 600 Connectors AN
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Crimp, Snap-In, Rear-Release Contacts (also suitable for ARING 404)
Average Wire Size Color Average Part Numbers Tooling Part Numbers Color
Contact " Engagement i [ . . | rtion/
Size AWG mm Code Force coF::trz‘-:ct c::t';e:t Crimp Tool Positioner Ext:-‘:;ioﬁ ool Code
22 26-22 0.12-04  Green E f2°sz 208262-3  208264-2  M22520/2-01  M22520/2-23 91056-1 Green
20 2420 0.2-06 Red Egsorﬁj 208265-3  208267-2  M22520/2-01  M22520/2-08 91066-4 Red
16 20-16  0.5-1.4 Blue Eé’s‘ﬁ]‘ 208268-3  208270-2  M22520/1-01  M225620/1-02 91066-3 Blue
12 1412 23 Yellow Pé"'- 's&oﬁj 208271-3 2082732  M22520/1-01  M22520/1-11 445147-1 —
Catalog 1308940 Dimensions are in inches and Dimensions are shown for  USA; 1-800-522-6752 South America: 55-11-3611-1514
Revised 5-03 millimeters unless otherwise reference purposes only. Canada: 1-905-470-4425 Hong Kong; 852-2735-1628

specified. Values in brackets
are metric equivalents.
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Mexico; 01-800-733-8926
C. America; 52-55-3-729-0425

Japan: 81-44-844-8013

Specifications subject
UK: 44-141-810-8967

to change.




