3046

tyco ARINC 404 Connectors ANnIP

Electronics Size 16 Contacts — Pin Diameter .062 [1.58]
Standard Contacts O Braen

Black

Materials

Pin and Socket Body — Cogper
alloy, plated gold over nickel

Sacket Sleeve — Passivaled stainless Socket Pin
steel M39029/12-150 M39029/11-146
Contact Wi"\?"%i“ 'I']‘fa“"l:‘:{';'r‘ Tape Mounted Contacts Laase Pieca Conlacls Hand Crimping Too! As'f:pmrgrn?ﬁ?
Type mm {Max.) Pin Socket Pin Socket Tool Posltioner Machine Funnel
MIL-C-agozg 2016 103 — S05117-2  204978-3  205117-1  M22520/1-01 M22520/1-02  599406-5  125905-6

0.5-14 2.62
Low Force, ARINC 600 conneclor contacts, suitable for use in ARINC 404 conneclors (see page 3016)

Low Force 20-16 103
ARINC 600° 0.5-1.4 262 — — 208268-3  208270-2 M22520/1-01  M22520/1-02 - —_

*Coler ceding, two bands: orange and blue,

Round Solder-Post Contact Solder Solder Cup Pin
Post Diameter .062 [15.75] Material — Copper alloy, plated gold
Material — Copper alloy, plated goid aver nickel
over nickef
Extension from Rear of 200 . | Extension from Rear of
150-1680 la 28 67 RM Inserts [5.08] f~— 26, 67 RM Inserts
[3.85—4.06] | ) T !
— ¢ (T Fr—> el | I S —
| |
Round Solder-Post Pin " Solder Cup Pin
Part Number 205548-2 (Loose Piece) Part Number 206211-2

Insertion and Extraction Tool for all size 16 contacts: MS81969/1-03, AMP Part Number 91066-3

Size 12 Contacts — Pin Diameter .096 [2.39]

Materials

Pin and Sacket Body — Copper
alloy, plated go'd over nickel

Socket Sleeve — Passivated stainless Socket Pin

steat
Contact Wire Size Insulation Part Numbers
%;'p:" AWG Diameter Loose Piece Contacts Hand Crimping Toot
mm {Max.) Pin Socket Tool Positioner
MIL-C-39029 192 20 2057635  205851-2 M225201-01  M22520/1-11
Low Force, ARING 600 connector contacts, suitable for use in ARINC 404 connectors (see page 3016)
Low Force 14-12 .180
Prondaiies s o3 2082713 2082732 M22520/1-01  M22520A1-11

*Color coding, two bands: orange and yellow.

Insertion and Extraction Tool for all size 12 contacts: AMP Part Number 445147-1
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