AM P Catalog 82172
IC Sockets Revised 6-98

SIMM Sockets — with Metal Latches, .050 [1.27] CL

Vertical Single Row
(Right Polarization)

Material and Finish

Housing — Liguid Crystal Pelymer
(LGP} UL 94v-0 5 ’
Gontacls — Phosphar bronze with ‘ " P 1
.00C200 [0.00508] min. thick tin-

lead over .00005G [0.00127] min.

th ck nickel o~ .000030 [0.00076]

min. thick gold on contact area and

000150 [0.0038° min. thick tin-lead

an solder tzils, all over 000050

0.00127) min. thick nickal

Lateh — Brass. nickel plated
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Polarization Feature
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Recommended PC Board Hole Pattemn
No. of Dimensions Tin Plate Gold Plate
Pos A B [ D E  With Fluted Wihout  With Flited  Without
) Center Post__Cenler Post _ Center Post _Center Post
g4 3350 1550 4140 2000 4.000  gzoopi-2 — BZ2U32-2 g22031-2
8508 3937 ‘0516 5080 101860
72 8750 1750 4540 2200 4400  gpp(zie4 8220194 822032-4 8220314
9525 4445 11532 5588 11176
80 4150 1950 4.940 2400 4.800 822021-5 — 822032-5 —
105.41 49.53 12548 6096 121.92
Note: See page 35 ‘or module layout,
27

For drawings, teshnical dald o1 saniples, sontect your AMP sales gnginsen o uall ths AMP Product Information Center: 1-600-522-6752.
Dimensions are in nches and milimeters unless otherw se specifizd. Values 1n brackets are metic ecuivalents
Spezif cations subjzel to chang2. Cons it AMF for latest specifications,



