Eurocard Connectors
tl[ca per DIN 41612 and IEC 60603-2 ANP

Electronics Power and Coaxial Contacts for Type M Receptacle Assemblies
Power Contacts Female Power Contacts for Cable Termination
Material and Finish Contact ]
Dim. Part Number
Contacts — Copper alloy 21.90{.862] AWG R?f;,ﬁ,‘:;gm A Solder Crimp
Retaining Ring — Copper alioy 3 40 ﬂ,gg 1393589.7 .
Note: These power contacts are = 10 30 3132 — 148357-1
used in the Type M Receptacle -
Assemblies shown on page 47. 1214 20 280 1393589-0 1482211
16-18 10 .1629 1-1393589-1 —
Female Power Contacts (MFBL) for Cable Termination
Contact ,
21.90[.862] AWG Rated Current DK“' Part Number
| 9. (Amperes) Solder
i MR 8 40 ET 1-1393589-6
12-14 20 280 113935895
16-18 10 e 1-1303589-4

Female Power Contact for PC Board Mount

16.10
[.634]
—
4.80 | 3.28
[.189] [129] &
Part Number 148375-1
(40 ampere rated current)
Coaxial Contacts Coaxial Contact for Female Connector, PC Board Mount
Material 060(024]Sq. §
Quter Contact — Copper alloy T
Insulator — PTFE om0 F
[.031) - L ars
Note: These coaxial contacts are Dia. ———17.90[.705] [.187]
used in the Type M Receptacle Dia.
Assemblies shown on page 47. Part Number 1-1393662-0

Note: Contact will raise the connector assembly up 3.18 [.125] from the PC
board surface.

Coaxial Contacts for Female Connectors, Cable Termination

-~ 2360[829] k-‘

4.75 —
7.90 J& . [187]
[.311] Dia
Cable Part
Type Number Dia
RG316 1392019-1 152 =
RG179 3-1393668-0 Part Number 1393668-4
90° Right Angle
for RG316 Cable
49
Catalog 82721 Dimensions are in millimeters  Dimensions are shown for ~ USA: 1-800-522-6752 South America: 55-11-3611-1514
Revised 12-05 and inches uniess otherwise  reference purposes only. Canada: 1-905-470-4425 Hong Kong: 852-2735-1628
specified. Values in brackets Specifications subject Mexico: 01-800-733-8926 Japan: 81-44-844-8013

http://www.tycoelectronics.com  are U.S. equivalents. to change. C. America: 52-55-5-729-0425  UK: 44-141-810-8967

salquiassy |y adA] .



