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PLCC Sockets
Low Profile, Surface Mount

Material and Finish:

Housing — Polypnznylene sulfide, 40%
glass-fillad, 34V- ratec

Contaets — *haspor bronze pla‘ed
000200 [0.00508] 9C/10 lin-Izad aver
000050 [0.00127T mn. nickel

Logic Sockels and Programming Devices

Part Numbers
No. of Without Tape Mounted
Pos. Locating Without
Posts Locating Posts
249 824721 3-8224721
23 §22472-2 3-522472-2
32 822472-3 3-822472-3
44 8224724 3-822472-4
52 825472-5 3-822472-5
68 822472-6 3-822472-6
34 B22472-7 38224727

Product Facts:
m Low profile — for high
density pc board stacking

m Compatible footprint allows
for socket or direct
attachment

m Housing slots except
extraction tool for easy
chip removal

m Pin 1 indicator and
corner chamler for chip
orientation

m High normal force contacts
prevent frelting corrosion

m Plastic standoifs provide
clearance for heat
dissipation and cleaning
operations

m Open baettom housing
allows accurate placement
of socket on pattern, and
100% inspection and
repair

DIP Switches
Single Pole Single Throw
{SPST) - Through-Hole

Single Pole, Single Throw (SPST}

&
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Product Facts:

s Mount directly to pe board
for performance and
economy

m Can be easily flow, wave
or dip soldered

m Standard .100 x .300
[2.54 x 7.62] centerline

Low Profile Standard Protile Righi Angle configuration
— m Unsealed, sealed and UV
N!.\. of Part Numbets - Low Profile Switches sealed versions availahle
Switches Unsealed Tape Sealed UV Sealed
] L 2 4356581 2-435668-6 2-382434-6
Material and Finish: ] 435658-3 2-435668-4 2-362434-4
Housing — Glass-filled palyesiar, ] 435658 5 2-435568-6 2-382434-5
94v-0, blac< 8 4356587 2-435668-8 2-382434-8
Rocker - Thermoplastic, 34v-0. white
Contacts — Cooger alioy, plated
000030 [0.00078] min. gold over No. of Part Numbers - Standard Profile Switches
000050 (0.00127] min. nickel in con- Jwilshes Unsealed Sealed” UY Sealed
tac: area, 00150 [0.C0381) min. tr- 2 2'133553“-9 T 3-43253'3-3
Isad ovar 000050 {0.00127) mn. nickel i 56402 4356405 33023565
o 435640-4 3-433640-7 3-3823906-7
an solder legs 8 4355405 3-435640-8 33623959
* Hot melt
No. of Part Numbers - Right Angle Switches
Switches Unsealed Sealed” UV Sealed
2 1-435802-0 - 1-435802-3
4 435802-3 1-435602-5 1-382394-5
Note: 6 43£802-5 1-435802-7 1-382394-7
BLLUE part numbers indicate 2D [ 435802-1 435802-9 362394-3
geometry and 30 CAD models * Hat melt
that ate included on CD-ROM.
Personal Systems Producis WWW.amp.com Specifications subject to change



