
Butt Connectors – Vinyl Insulated Butted Seam
M a x i m u m

P ro d u c t U P C Wi re Range B a rre l B a rre l I n s u l a t i o n Te rminals per:
N u m b e r† ( 0 5 4 0 0 7 - ) ( AW G ) L T h i c k n e s s L e n g t h I . D . D i a m e t e r C a rt o n C a s e

MVU18BCK 01315 22-18 1.00 0.030 0.25 0.070 0.145 — 1000

MVU14BCK 01820 16-14 1.00 0.030 0.25 0.090 0.170 — 1000

MVU10BCK 02081 12-10 1.02 0.040 0.25 0.135 0.250 — 500

MVU18BC MVU14BC MVU10BC
Wire Range 22-18 16-14 12-10


