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AWSP100  S e r i e s
100 Watt Single Output Enclosed Switching Power Supply with
PFC for General Purpose Applications

Unit: mm
Tolerance: ±1.0mm
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Input Characteristics
Input Voltage: 88 - 264 Vac
Input Frequency Range: 47 - 63 Hz
Max Input Current: 1.8 A @ Vin (rated)
Max Inrush Current: 20A / 40 A @ 110 / 220 VAC (cold start)
Power Factor: >0.92

Output Characteristics
Minimum Load: No minimum load
Adjustable Output Range: ±10%
Ripple & Noise: 100 mV
Regulation: ±1.0% Load / ±0.5% Line
Efficiency: 75%
Start-up Time: 300 ms max @ 230 VAC
Hold-up Time: 20 ms min, 100% Load@230 Vac
Rise-up Time: 600 ms max, 100% Load@230 Vac
Over Current Protection: 105% - 150%, Power cycle reset
Over Voltage Protection: 125% - 145%

General Specifications
Switching Frequency: 134 kHz (PWM) / 67 kHz (PFC)
Dimension (LxWxH): 7.83 x 3.86 x 1.65” / 199 x 98 x 42 mm
Weight: 560 g net, 610 g gross
Warranty: 2 years

Environmental Specifications
Operating Temperature: 0~60°C Full Load
Storage Temperature: -25~+75°C
Humidity: 20 to 90% RH, non-condensing
Vibration: 10 - 55Hz, 2 G 1 min / cycle, period of 

60 min, each axis
Reliability: >167,000 Hours MTBF

EMC & Safety Specifications
EMC Emissions: Conforms to EN55022,VCCI,CISPR22 Class B

(Conducted & Radiated); IEC-61000-4-2,
61000-4-4, 61000-4-5, 61000-4-11

Safety Approval: UL 60950 (UL File No: E204980)
TUV EN60950 (TUV No: 50067240)
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Input: Screw Terminals
Output: Screw Terminals
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Part Number

AWSP100-5
AWSP100-12
AWSP100-24

Voltage

5.0V
12V
24V 

Current

20A
8.4A
4.2A 

Efficiency

75%
80%
84%

P ow e r  S u p p l i e s| 75

TUV Cert. No.: 50200771

UL File: E204980

https://system.netsuite.com/core/media/media.nl?id=5836&c=ACCT126831&h=e51e7c76e99851fb38ea&_xt=.pdf
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