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HIGH -Q TOOLS & DMM'S  > MULTIMETERS  > DIGITAL MULTIMETERS  > 

MINI 3 1/2 DIGIT DMM - 19 RANGES

Order Code: DVM810

Features

? automatic polarity indication
? voltage measurements: AC 500V and DC 500V max.
? current measurements: DC 10A max.
? resistance measurements: 2Mohm
? diode and transistor (hFE) test
? packaging: blister

Specifications

? DC voltage: 200m/2000m/20/200/500V
? basic accuracy: ± 0.5% ( ± 0.25% for 200mV range)
? input impedance: -
? maximum input: 500V

? AC voltage: 200/500V
? basic accuracy: ± 1.2%
? input impedance: -
? frequency range: 45-450Hz
? maximum input: 500V

? DC current: 200µ /2000µ /20m/200m/10A
? basic accuracy: ± 1.0% ( ± 2.0% for 10A range)
? overload protection: 200mA 250V fuse (10A-range is not fuse-protected)

? AC current: -
? basic accuracy: -
? overload protection: -

? resistance: 200/2000/20k/200k/2000k
? basic accuracy: ± 0.8% ( ± 1.0% for 2000k range)
? overload protection: 220Vrms max. for 15 seconds

? capacitance: -
? accuracy: -

? inductance: -
? accuracy: -

? frequency: -
? basic accuracy: -
? overload protection: -

? temperature: -
? basic accuracy: -

? overrange: yes
? continuity buzzer: -
? transistor test: yes
? diode test: yes
? low-battery indication: yes
? maximum display: 3 1/2
? LCD display size: 0.5"
? ranging mode: manual
? data hold: no
? backlight: no
? dimensions: -
? weight (with battery): -
? power supply: 12V battery (incl.)
? packing: -
? accessories: manual / test leads / 1 GP23GA 12V battery
? auto power-off: no

Files

? EN - FR - NL - ES - DE

Stock Info

? Inner carton: 20 
? Outer Carton: 100 
? EAN Barcode: 5410329205317 
? Packaging: Blister card 

http://www.vellemanusa.com/us/enu/home/
http://www.vellemanusa.com/us/enu/dealer/login/?secure
http://www.vellemanusa.com/us/enu/dealer/search/
http://www.vellemanusa.com/us/enu/support/
http://www.vellemanusa.com/us/enu/jobs/
http://www.vellemanusa.com/us/enu/support/company/
http://www.vellemanusa.com/us/enu/product/search/
http://www.vellemanusa.com/us/enu/product/list/?id=341635
http://www.vellemanusa.com/us/enu/product/list/?id=342768
http://www.vellemanusa.com/us/enu/product/list/?id=343570
http://www.vellemanusa.com/us/enu/product/list/?id=343688
http://www.vellemanusa.com/us/enu/product/list/?id=342049
http://www.vellemanusa.com/us/enu/product/list/?id=524205
http://www.vellemanusa.com/us/enu/product/list/?id=342813
http://www.vellemanusa.com/us/enu/product/list/?id=524199
http://www.vellemanusa.com/us/enu/product/list/?id=341737
http://www.vellemanusa.com/us/enu/product/list/?id=348658
http://www.vellemanusa.com/us/enu/product/list/?id=521967
http://www.vellemanusa.com/us/enu/product/list/?id=342331
http://www.vellemanusa.com/us/enu/product/list/?id=342508
http://www.vellemanusa.com/downloads/ROHSQandA_US.pdf
http://www.vellemanusa.com/us/enu/product/list/?id=342813
http://www.vellemanusa.com/us/enu/product/list/?id=342990
http://www.vellemanusa.com/us/enu/product/list/?id=342992
http://www.vellemanusa.com/us/enu/product/view/?id=350295&printable=1
file://md1000/pdfs/Blocking/Workk_6-7/DVM810.html#
http://www.vellemanusa.com/downloads/1/dvm810gbnlfresd.pdf
http://www.vellemanusa.com/us/enu/home/disclaimer/

