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One Phase Power Distribution Block

¢ Quick mounting and wiring
e |P20 Finger Safe
¢ DIN Rail or Panel Mount
e Blocks fit with other DIN Rail
mountable modular devices
(height 95mm, depth 44.5mm)
e Accessories increase the
number of outputs with only
one input.
¢ No caps to open or remove
e Material
Housing: Polyamide
Metal Body: Brass

Part Number:
Approvals
Current Rating
Voltage Rating
SCCR

No. of Inputs
Wire Range
Torque

Screw Type

No. of Outputs
Wire Range
Torque
Wire Range
Torque
Wire Range
Torque

Screw Type

Dimensions:

38020
W @[S
UL File E98082 c—=~us —_—
230A 250A
600V AC 690V AC
100kA
1 1
2-4/0AWG 35-120mm?
170lb.-in. 19Nm
Hex 6
1 1
(2x) 14-2AWG (2x) 2.5-35mm?
31lb.-in. 3.5Nm
(5x) 14-6AWG (5x) 2.5-16mm?
1751b.-in. 2Nm
(4x) 14-8AWG (4x) 2.5-10mm?
1751b.-in. 2Nm
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O 00O
N —

0

QI] )
000 |t
oooojj’

[PE—
e som ]

(1.771in.)

I
L 50mm (1.97in.) |

38019
L (T N ' C
ULFile E9gos2  C Y8 —
310A 400A
600V AC 690V AC
100kA
1 1
3/0-350mcm 95-185mm?
230Ib.-in. 25Nm
Hex 8
1 1
(2x) 14-2AWG (2x) 2.5-35mm?
31lb.-in. 3.56Nm
(5x) 14-6AWG (5x) 2.5-16mm?
175lb.-in. 2Nm
(4x) 14-8AWG (4x) 2.5-10mm?
17.51b.-in. 2Nm

standard screwdriver
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