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Panel Connector, Male Thread, Single Hole Mounted Type Part Number

Front mounting for male inserts
Thread M20 x1,5 7.420.000.000”
Thread PG 13,5 7.422.000.000"
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Panel Connector, Male Thread, Single Hole Mounted Type Part Number
For insert with pins / sockets
Thread M25x 1,5 7.425.000.000”
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