Terminals and Splices
FASTON Receptacles and Tabs
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"250" Series Tabs
Hole Stock Material/ Dimensions
Stle  nia  Thickness  Finish B W L E y  PantNo
A 45 0.8 Brass/Tin — 83  16.1 32 /5 63038-2
B 33 0.8 Brass/Tin 7.6 53 102 43 75  42822-2
E 33 08 Brass/Tin - 6.3 8.0 = - 41478
F 33 0.8 Brass/Tin — 6.3 8.0 — - 41480
Plastic Tube 6.3 53.2 21.8
J - - Over Brass Tab 9.9 Max.  Min. - 32123
:
187" Series Tabs
| C 33 0.5 Brass/Tin 6.7 43 8.3 — 67  170001-3
i F 3.3 05 Brass/Tin = 13 6.7 - — 170001-2




