USB A Type Male USB A Type Fe_male
Plastic: White 3,000MM£30MM Plastic: White
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Material:
+ Cable: UL-2725 [28AWG(7/0.127)*1PR+24AWG(7/0.203)*2C
+AL-FOIL/MYLAR+DRAIN WIRE(7/0.127)+65% BRAID]TIN
-0D: 4.7+0.15MM

- PVC Jacket
- Color: Black
+ P1 Connector: USB A Type Male
PIN OUT - Gold Plated 30u” Contact
P1 - Nickel Plated Shell
P2 + P2 Connector: USB A Type Female
RED 1 1 vcCcC - Gold Plated 30u” Contact
WHITE 2 /767 2 -DATA - Nickel Plated Shell
GREEN 3 — 3 +DATA ?fﬁ%gMc(’ﬁﬁg %ﬁgétli:o\écfoﬁsiﬁ’sgggt)igr? oot
BLACK 4 4 GROUND Electrical:
BRAID + 100% Open short & mis wire test
SHELL SHELL + Contact Resistance: 3Q Max.
* Insulation Resistance: 20MQ Min.
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