
TO
OL

 K
IT

S

44

TOOL KITS

w
w

w
.e

c
li

p
s
e

to
o

ls
.c

o
m



TO
OL

 K
IT

S

45

10 PC Compact Tool Kit

Description Part No.

9 PC Cellular Kit 500-041

Description Part No.

ESD Precision Tool Kit 500-042

Description Part No.

7 PC Cellular Phone Tool Kit 500-024

7 PC Cellular Phone Tool Kit

Basic Student Tool Kit ESD Precision Tool kit

Description Part No.

Basic Student Tool Kit 500-016

Description Part No.

10 PC Compact Tool Kit 500-025

9 PC Cellular Kit

Computer Service Tool Kit

Description Part No.

Computer Service Tool Kit 500-003

• Most tools required
  to service a computer
• 5" diagonal cutter
• 5" long-nose pliers�
• All-in-one crimp tool

• Tweezers
• IC extractor / inserter�
• Desoldering braid
• Solder�
• 8 bit pack

• Assorted screwdrivers
• Soldering iron
• Zipper bag
• Plus other items

• 5" Side Cutter
• 5" Long-nosed Pliers
• 1/8" X 3" Flat Blade Screwdriver
• #0 X 3" Phillips Screwdriver
• 2 Precision Screwdrivers

• Utility Knife
• Stainless Steel Tweezer
• Flat and Round needle files
• Zippered Carrying Bag

• Works with  many  Nokia, Ericsson,  Motorola, and 
Siemens Phones

• Contains T5, T6, and T7 Star-tip drivers, #0 Phillips 
driver, Spanner type security driver, a back cover 
opener, and a folding cover opener

• Specialty electronic plier with conductive handle
   - Micro cutting plier (125mm)
   - Clean cut micro nipper (120mm)
   - Long nose plier (145mm)
   - Flat nose Plier (145mm)
   - Bent nose Plier (145mm)

• 5" Cutter 
• 5" Pliers
• Tweezer
• IC Extractor
• Utility Knife
• Brush
• Desoldering Pump
• Hex Key Wrench Set
• Mini-Soldering Stand
• Soldering Iron
• 3 Phillips Screwdrivers
• 3 Slotted Screwdrivers
• Comes in a handy zippered carring bag

Great for technical school students just starting out!

T4x50            1.9x50

T5Hx50          2.9x50

T6Hx60          #00x50

T7Hx50          3.0x50

T8Hx50

• ESD Precision screwdriver
      2.0x50, 2.4x50, 3.0x50
      #00x50, #0x50, #1x50
• 4Pcs conductive tweezer set
• Anti-static wrist strap
• Zippered Carrying Case

50 PC Socket Set

Description Part No.

50 PC Socket Set 902-250

• 1/4" Dr. 6pt. Sockets: 3/16", 7/32", 1/4", 9/32", 5/16",11/32", 3/8", 7/16", 1/2"
• 1/4" Dr. 6pt. Sockets: 4, 5, 5.5, 6, 7, 8, 9, 10, 11mm
• 1/4" Dr. Ratchet Handle Carbon Steel
• 1/4" Dr. 2” Extension Bar
• 1/4" Dr. Spinner Handle 6"
• 3/8" Dr. 6pt. Sockets: 5/16", 3/8", 7/16", 1/2", 9/16", 5/8", 11/16", 3/4", 13/16", 7/8"
• 3/8" Dr. 6pt. Sockets: 8, 9, 10, 11, 12, 13, 14, 15, 16, 17, 18, 19mm
• 3/8" Dr. 6pt. Deep Sockets: 3/8", 7/16", 1/2", 9/16"
• 3/8" Dr. Ratchet Handle  Carbon Steel
• 3/8" Dr. 3” Extension Bar
• 3/8" Dr. Spark Plug Socket 5/8”
• Zipper Pouch
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Description Part No.

Basic Education Tool Kit 500-028

Deluxe Education Tool Kit

Description Part No.

Deluxe Education Tool Kit 500-029

Computer Maintenance Kit

Description Part No.

Computer Maintenance Kit 500-026

Description Part No.

Technician’s Tool Kit 500-017

Basic Education Tool Kit

Technician’s Tool Kit

• Precision wire stripper 
	 AWG 30-20
•12 piece metric socket set
• 2 in 1 ceramic driver
• Soldering iron
• Desoldering tool
• Mini-soldering stand
• IC Extractor
• Design template for 
	 schematic layout
• 0.5mm automatic pencil
• Eraser
• 5 pc brass compass kit
•12 inch square set
• Eraser plate
• 5” side cutter
• 5” Needle-nosed pliers
• Professional multimeter
• Phillips Screwdriver #1 X 3, #2 X 4"
• Flat blade screwdrivers .2" X 3", 1/4" X 4"
• Zippered tool bag  (16 X 9 X 4)

• Professional multimeter
• Soldering iron
• Soldering stand (3 different angles)
• Desoldering tool
• Solder core 
• IC extractor 
• Utility component storage box
• 2 in 1 ceramic driver (0.4, 0.7mm)
• Screwdriver :
  - Philips: #0x3", #1x3", #2x4"
  - Slotted: 1/8"x3", 3/16"x3", 1/4"x4"
• Bread board (1580 holes)
• Tool bag W/mobile phone pocket 
• Case Size: 18"x13"x4"

• 5" Cutters
• 5" Needle-nosed pliers
• 5" Micro cutters
• 6" Adjustable wrench
• Wire Stripper/Cutter
• Quick heat ceramic soldering iron
• Desoldering Braid
• PLCC Extractor
• Anti-Static IC Extractor
• Precision tweezer
• Spring hook
• Blowing brush
• Inspection  Mirror
• 7 pc folding hex key set
• Field service ESD kit (mat and straps)
• Mini-flashlight
• Ratcheted screwdriver handle
• 6 pc nut driver blades 
   for ratcheted handle (3/32" - 1/4")
• 12 pc screwdriver blades 
   for ratcheted handle
   Phillips #0, #1, #2
   Flat Blade  1/8", 3/16", 1/4"
   Star-Tip  T6, T7, T8,

• 5 pc file set
• PLCC extractor
• 3 pc soldering aid set
• 6" tweezer
• Brush
• 6 pc precision screwdrivers
• Screwdriver handle w/drivers bits
• IC extractor
• Mini-flashlight
• Utility knife
• Anti-static strap
• Soldering iron
• 7-in-1 tool
• Mini-hammer set
• 3 pc soft screwdrivers
• 7 pc folding hex key set
• 3 prong holder tool
• 5" cutters
• 6" adjustable wrench
• 5" long-nosed pliers
• 4.5" flat-nosed pliers
• 4.5" bent-nosed pliers
• 8" lineman’s pliers
• Desoldering pump
• Solder core
• Heat sink
• Zippered carrying bag

Discontinued

Possible discounts on remaining Stock
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Professional Twisted Pair Tool Kit

Description Part No.

Professional Twisted Pair Tool  Kit 500-031

Coaxial Crimping Kit

Description Part No.

Coaxial Crimping Kit 500-001

UTP Cable Servicing Kit

Description Part No.

Tele/Data Comm Kit 500-022

Tele/Data Comm Kit

Description Part No.

UTP Cable Servicing Kit 500-034

• Super-Crimp Ergonomic Crimp-Frame
• 5 Die Sets (RJ45,AMP RJ45, RJ22, RJ11, RJ11 DEC-MMJ)
• Punchdown Tool with 66 and 110 Blades
• Universal Stripper
• 50 Pcs RJ11 Modular Plugs (6P4C flat)
• 25 Pcs RJ45 Modular Plugs (8P8C round-CAT 5)
• Sleek, blow-molded, foam lined storage case

• Crimp frame and 5 die sets
• Cable cutter (up to 0.40" dia.)
• Rotary coax stripper (2 blade model)
• Phillips screwdriver
• Carrying case
• Crimps most popular coax connections

• 5” Electrician’s scissor
• Punchdown tool with 66/110 blades
• Round cable cutter
• Pouch

• Electrician’s scissors
• Punchdown tool w/two blades 
  (110 and 66 styles)
• Cable splicer’s knife 
• Can wrench
• Belt-loop carrying case

Terminal Crimp Kit

Description Part No.

Terminal Crimp Kit 500-037

Description Part No.

Modular Crimp Kit 500-045

Modular Crimp Kit

3. Modular Plug 50PC

2. Modular Plug 
    Crimping Tool (300-004)

1. Economy UTP Stripper
    (200-042)

• Ratcheted Crimper
• Ring insulated Terminal (22-16 AWG & Stud size: #6 ) X 50 pcs 
• Ring insulated Terminal (16-14 AWG & Stud size : #8) X 40 pcs
• Ring insulated Terminal (12-10 AWG & Stud size : #10) X 20 pcs 
• Butt Splice insulated (22-16 AWG) x 30 pcs
• Butt Splice insulated (16-14 AWG) x 20 pcs
• Butt Splice insulated (12-10 AWG) x 15 pcs

Strips and Cuts 4-pair and flat satin cables

Packaged together in retail 
card for display

Crimper only – 300-002

Discontinued

Possible discounts on remaining Stock
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LAN Data Installer’s Kit

Description Part No.

LAN Data Installer’s Kit 500-021

Fiber Optics Tool Kit

Description Part No.

Fiber Optics Tool Kit 500-023

Network Maintenance Kit Master Network Maintenance Kit

Description Part No.

Network Maintenance Kit 500-006

Description Part No.

Master Network Maintenance Kit 500-018

• Punchdown tool with two blades (110 and 66 Styles)
• Ratcheted modular plug crimper
• LAN tester with remote
• UTP stripper
• Assorted modular plugs and boots

• Crimper - with additional die 
   for more connector types    
   (.100"/.213"/.218"/.190" and 
    .042/.068/.151/.178/.213
• Nick-free strippers

• Swabs
• Alcohol bottle
• Syringe
• Tweezers
• Chisel tip scribe

• IC extractor
• Folding hex wrench screwdrivers
• 6" adjustable wrench
• 6" forceps
• Inspection mirror
• Mini-flashlight
• Desoldering pump
• 5" diagonal cutter

• 5" snipe nose plier
• Wire stripper (AWG 30-20)
• Modular plug crimper
• Rotary coax stripper
• Coax crimper
• Assorted screwdrivers
• Soldering iron
• Zipper bag

• Multi Network Cable Tester w/Remote
• “Super Crimp” Ergonomic Crimp Frame 
  with RJ45 Die Set installed
• RJ11 Die Set
• RG58, RG59/62, BNC/TNC Die Set
• 2-Stage Impact Punchdown Tool with 
  one each 66 and 110 Blades
• Rotary Coaxial Cable Stripper
• Cable Cutter - up to 0.40” Diameter 
• Precision Wire Stripper
  (AWG 30, 28, 26, 24, 22, & 20)

• Inspection Mirror
• 7-Pc. Folding Hex Key Set
• Mini Flashlight
• “Super Torque” ratcheted 
  screwdriver handle 
  with the following blades:
  - 7" Extension
  - 5/16", 7/16", 11/32", 3/16", 1/4", and 3/8" nutdrivers
  - #0, #1, #2 Phillips
  - 1/8", 3/16", 1/4" Slotted
  - T-06, T-07, T-08, T-09, T-10 & T-15 star tips
• Zippered Carrying Bag

• Ergonomic wire cutters
• Kevlar cutting scissors
• TrueView fiber scope kt
• SC / ST / FC polishing disks
• Double-sided component box

• Zippered case
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Description Part No.

Electrician’s Tool Pouch/Kit 500-038

Electrician’s Tool Pouch/Kit

• Durable Black Fabric Pouch and belt
• Electrical Tape (19mmx5M)
• Side Cutter W/Crimper
• Heavy Duty Lineman’s Plier
• 9.5" Crimper Plier
• Electrician’s Knife
  (Stainless Steel blade)
• Tape Measure with Magnet 
   in tip-25 feet
• Groove Joint Plier
• Precision Wire Stripper
  (AWG 16, 14, 12, 10, 8)
• Cable Ties ( 3/16" x 7.8")
• Receptacle Tester-GFCI Outlets
• Screwdriver-Rubber Grip

 #2 x 4"       #2 x 8"     
 1/4" x 4"     5.0 x 6"

• Screwdriver(4):     #2x100. #2x40     5x75, 6x100
• Pliers(2): Side cutter (5"/125mm), Long nose (5"/125mm)
• Modular crimping tool: 6p/8p
• Multi-modular cable tester
• Punch down tool 110/66 blade
• Butt set
• Multi-purpose tool pouch

Telecom Installation Kit

Description Part No.

Telecom Installation Kit 500-046

Basic Network Toolkit

Description Part No.

Basic Network toolkit 500-040

• Cutting plier (125mm)
• Long nose plier (140mm)
• Tool pouch
�• Punch down tool
• Modular crimping tool
• Multi-Modular cable tester
• Cushion grip screwdriver
       6x100, 5x75
       #2x100, #2x38

Telecom Maintenance Belt Kit

Maintenance Tool Kits

• Screwdriver(4):
        #1x75, #2x100         5x75, 6x100
• Professional 3 1/2 digital multimeter 
• Dual color side cutting pliers
• Dual color long nose pliers
• Dual color lineman’s pliers
• Measuring tape
• PVC insulated tape

Description Part No.

Telecom Maintenance Belt Kit PK-2016

•  Telecom test set
•  Punch down tool with 110/66 blades
•  Cable splicing knife
•  Electrician scissors
•  Tone probe kit
•  Soft sided tool pouch

Description Part No.

Maintenance Tool Kits PK-2013H

Best Value

Best Value

Discontinued

Possible discounts on remaining Stock
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Pro’s Electronic Tool Kit

Description Part No.

Pro’s Electronic Tool Kit 500-007

• 13 Assorted screwdrivers
• 6 Assorted precision screwdrivers
• Brush
• Mini-drill set
• Utility knife
• IC extractor
• Vise
• Electrical tape
• Flashlight
• Anti-static strap
• Soldering iron & stand
• Assorted pliers
• Digital multimeter

• Solder
• 6" stainless scissors
• Folding hex wrench
• 8" lineman’s pliers
• 6" tweezers
• Mini-vacuum cleaner
• Desoldering pump
• 6" adjustable wrench
• All-in-one crimper
• Voltage test screwdriver
• Components box
• 5 pc file set
• Removable pallets
• 10 pc mini-wrench set
• Tool carrying case

Communications Maintenance Kit

Description Part No.

Communications Maintenance Kit 500-043

• 6" Stainless steel rule
• Inspection mirror
• 5" Long nose plier
• 8" Groove joint plier
• Spring hook
• Probe-pic spudger
• Reverse action tweezer
• 3M/10 ft measuring ruler
• Electrician’s knife
• Dual telephone line tester
• Butt set
• Pocket clip
• Mini flash light
• Anti-static strap
• 2Pcs removable pallets
• Deluxe carrying bag

• 6" Adjustable wrench (150mm)
• Amplifier probe and tone generator 
• D-SUB insertion/extraction tool 
• Super torque ratchet handle
• 8Pcs screwdriver blades:
       #0, #1, #2     3, 5, 6mm     T10, T15
• Extension blade (175mm)
• Precision wire stripper
• 3Pcs anti-static alignment tool 
• 4” Micro cutting plier (100mm)
• 7 Pcs Folding type Hex wrench
• 5" Electrician’s scissor
• 6 Pcs precision screwdriver set
• Punch down tool with 110/66 blade
• 5" Diagonal cutting plier (125mm)
• 7Pcs nut driver blades:
  3/16", 1/4", 5/16", 11/32", 3/8", 7/16",     
  1/2" (for inch size) 
• 5" Straight forceps
• 6" Long Nose Plier

Deluxe Telecom Installation Kit

Description Part No.

Deluxe Telecom Installation Kit 902-242

• All Purpose Snip
• Double End Socket Can Wrench
• 8PCS Folding Hex Key Set
• Electrician’s Knife
• Long Nose Plier (170mm) Black Oxide 
  Finish  6"
• Dual Color Diagonal Cutting Plier (110mm)
• Micro Cutting Plier
• Adjustable Wrench - 6"
• Probe-Pic Spudder
• Electrician’s Scissors
•	 Pro-Soft Screwdriver (6.0x100mm)
•     Pro-Soft Screwdriver (#2x100mm)
• 	 Pro-Soft Screwdriver (5.0x100mm)
• 	 Pro-Soft Screwdriver (#1x100mm)
• Double-End Screwdriver
• Precision Hand Drill
• 23 PCS 1/4" Driver Socket Set
• All-in-one Toner & Probe Kit
• In-Line Modular Adapters 4/6/8 Pin 3 In 1

• Punch Down Tool With 110/66 Blades
• Heavy Duty Curved-Claw Hammer W/Fiberglass 
  Handle
• Fish Tape (50FT)
• Velcro Cable Tie - 5" Assortment (15PCS/Pack)
• 10PCS Electronic Combination Wrench (Inch) or 
  (Metric)
• Utility Component Storage Box (165x95x45mm)
• Pro-Crimper (Frame only)
• Die Set for 8P8C/RJ45 Plug & Cable 
  O/D around 5.2Ø
• Die Set for RG 58,59,62,174
• Die Set for CATV F Connectors RG 59,6
• Hi-rel Tape Measure 3M/10Ft
• 6" Straight Forceps
• Top and Bottom Pallets
• Aluminum frame tool case w/1 pallet

Best Value
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Service Technician’s Tool Kit

• 3 pc trimmer set
• Feeler gauge
• 16 oz ball peen hammer
• Inspection mirror
• Oil can
• Mini-flash light
• 4" and 5" Side cutters
• 4.5", 5" & 6" Needle-nosed pliers
• 9.5" Pump pliers
• Snap ring plier set
• Center punch tool
• 6" Steel ruler
• Phillips Screwdriver 
  #1 X 3", #2 X 4", #2 Stubby
• Flat blade screwdrivers 
  1/8" X 3", 1/8" X 4", .2" X 3", 
  1/4" X 4", 0.3 X 6"
• Solder aid set
• 2 pc spring hook set
• Quick heat soldering iron
• Blowing brush
• 6" Tweezer (reverse action)
• 7 in 1 Crimping tool
• Precision wire stripper
• 4" and 8" Adjustable wrenches
• 10 pc miniature combination wrench set
• Professional multimeter
• 6 pc precision screwdrivers
• 7 pc folding hex key set
• 23 pc 1/4" socket set
• Ratcheted screwdriver handle with 7 pc nutdriver blades, 4 pc hex driver blades
• Component storage box
• 5" Electrician’s scissors
• Cable splicer’s knife
• 2 pc removable tool pallets

Description Part No.

Service Technician’s Tool Kit 500-030

Network Installer’s KitMaster Network Installation Tool Kit

Description Part No.

Network Installer’s Kit 500-027

Description Part No.

Master Network Installation Tool Kit 500-020

•  Ergo-Lunar crimp frame 
   containing RJ45 Die Set
•  Spare dies RJ11, RJ45-AMP, 
   RG58, RG59/62 BNC/TNC
•  Punchdown tool with 66 and 
   110 style blades
•  Rotary Coaxial Cable Stripper
•  Cable Cutter
•  Multi-function cable and wire stripper
•  Precision wire stripper AWG 30-20
•  7 piece folding hex key set
•  Micro cutters
•  Needle-nosed pliers
•  10M roll of CAT5 Shielded 
    twisted pair  (24 X4 pair)
•  10M roll of CAT5 Unshielded 
    twisted pair (24 X 4 pair)
•  Network Connector Kit - BNC’s, 
   Terminators, RJ11, RJ11-DEC,
   RJ22, RJ45, RJ45-AMP, 
   RJ45 Snagless Boots
•  Network Cable Tester
•  ABS Carrying Case 
   (17 X 13 X 6)

• “Super Crimp” frame
• RJ45 die set
• RJ22 die set
• RJ11 die set
• RG58, RG59/62 BNC/TNC die set
• RG58, RG59/62 Au die set
• Punchdown tool w/110 & 66 blades
• Rotary coax stripper
• Cable cutter
• Precision wire stripper
• Microcutters
• Long nosed pliers
• Inspection mirror
• Mini-flashlight
• Curved Forceps

• 7 pc folding hex wrench set
• Ceramic core solder iron
• Desoldering pump
• “Super Torque” ratcheted screwdriver handle wih assorted 
   nutdriver and screwdriver blades
• Professional digital multimeter
• 2 Removable pallets
• ABS tool case
• Multi-network lan cable tester
• Desoldering braid
• Blowing brush
• Anti-static wrist strap
• Network connector kit with BNC, RJ11, RJ22, �
  RJ45, AMP RJ45 plugs & boots
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Professional Electronics Tool Kit

Description Part No.

Professional Electronics Tool Kit 500-032

• 7Pc Folding Hex Key Set
• 5” Side Cutters
• 6” Combination Pliers
• 6” Long-nose Pliers 
• Deluxe Desoldering Pump
• PVC Electrician’s Tape
• Tube of Solder 

• Quick Heat Ceramic Soldering Iron 
  w/ storage cap
• Soldering Iron Stand with Sponge
• Digital Multimeter
• 8 Pc Screwdriver Set 
  (3 Phillips, 3 Flat, 2 Nutdrivers) 
• Zippered Carrying Case

Basic Electronics Kit

Description Part No.

Basic Electronics Kit 500-047

• Pliers(4): Long nose (6”/150mm) / Lineman’s (6”/150mm)
                  Side cutter (6”/150mm) / Adjustable wrench (6”/150mm)
• Screwdrivers(5):      #0x100,  #1x100,#2x100,      5x100, 3.2x100
• Tweezer(1): Fine tip straight (120mm)               
• Soldering iron 30w with protect cap (110V or 220V) 
• Solder core�
• Desoldering Braid
�• Zippered Carrying Case

Discontinued

Possible discounts on remaining Stock

Description Case size (inch) Part No.

PC and Cordless Phone Driver Set 8-9/16x4-13/16x1-11/16 902-122

PC and Cordless Phone Driver Set

• 	 Pro-soft s/d	 M4
•	 Pro-soft s/d	 M5
•	 Pro-soft s/d	 M6
•	 Pro-soft s/d	 T6
•	 Pro-soft s/d	 T8H
•	 Pro-soft s/d	 T10H
•	 Pro-soft s/d	 T20H
•	 Pro-soft s/d	 Hex 3x3-9/16"
•	 Pro-soft s/d	 Hex 5x3-9/16"
•	 Pro-soft s/d	 2.4x1-15/16"
• Zippered Carrying Bag

Description Case size (inch) Part No.

 Compact Kit 4-3/4x8-1/8x1-3/8 902-121

Compact Kit

• Dual color long nose plier 5-3/8"
• Dual color diagonal cutting Plier 4-15/16"
•	 Precision Screwdriver #0x13/16"
•	 Precision Screwdriver #00x13/16"
•	 Precision Screwdriver 2.0x13/16"
• 	 Precision Screwdriver 3.0x13/16"
•     /    Double-end reversible screwdriver #2/ 1/4"
• Super fine tip straight tweezers
• Zippered Carrying Bag

Cable Service Kit

Description Case size (inch) Part No.

Cable Service Kit 8-7/16x5-5/16x1-1/4 902-241

• All-in-one Toner & Probe Kit
• Pro-Crimper Modular Tool
• Impact & Punch Down Tool
• Universal Stripping Tool (UTP/STP, RG-59/6/7/11)
• 6-in-1 Magnetic Quick Change Screwdriver
• All Purpose Snip
• Zippered Carrying Bag
• Tests RJ45, RJ11, USB and Coax Cable Systems

Best Value
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Field Maintenance and Service Kit

Description Case size (inch) Part No.

Field Maintenance and Service Kit 18-5/16x13-3/16x7-1/2 902-126

• Long nose plier  5-5/16"
• Diagonal cutting plier  4-5/16"
• Lineman's plier  6-1/2"
• Side cutting plier  6-1/2"
• Long nose plier  5-7/8"
• 9pcs ball point long arm hex key set
• 5pcs needle file set
• Soldering iron 30W 110V
• Desoldering wick
• Solder core 63%, SN
• PVC insulated tape
• Utility knife (3 blades self loading)
• Measuring tape 3M/10FT
• Electrician's scissors
• Desoldering braid
• Flux bottle (2pcs/pack)
• Blow brush (Ø 2-7/16")
• Telescopic magnetic pick up tool
• Inspection mirror
• Digital multimeter

• Heavy duty curved-claw hammer W / Fiberglass 		
  handle
• IC extractor
• Slip-channel pump pliers  10"
• Utility component storage box
• 6pcs electronic screwdriver set
• Slip joint plier  6-1/16"
•		  Pro-soft screwdriver 3.2x2-15/16"
•	  	 Pro-soft screwdriver #0x2-15/16"
• 		 Pro-soft screwdriver 5.0x2-15/16"
• 		 Pro-soft screwdriver #1x2-15/16"
• 		 Pro-soft screwdriver 6.0x3-15/16"
• 		 Pro-soft screwdriver #2x3-15/16"
•	  	 Pro-soft screwdriver #2x9-13/16"
• 		 Pro-soft screwdriver #1x3-15/16"
• 		 Pro-soft screwdriver 6.0x1-9/16"
• Super fine tip straight
• Heavy-duty ABS cases with wheels and 		
  telescoping handle

• Crimping tool (inch)
• Desoldering pump 
• 5pcs needle file set
• Testing screwdriver
• Alignment tool (7-7/8"/1/16") 
• IC extractor 
• Oil can
• Flash light
• 7pcs folding type hex key set (inch)
• 3 prong holder
• 6pcs open-end wrench set
• Carpenter hammer
• PVC insulated tape
• Stainless scissors 6"
• Solder core 63%, SN
• Parts tube
• Heat sink
• Utility knife (3 blades self loading) 
• Measuring tape 3M/10FT 
• Inspection mirror 
• Slip-channel pump pliers 10"
• Pallet
• Carrying case

• Utility component storage box
• Long nose plier 5-5/16"
• Diagonal cutting plier 4-5/16"
• Lineman's plier 8-1/4"
• Bent nose plier 5-1/8"
• Side cutting plier 5-7/8"
• Long nose plier 5-7/8"
• Reverse action tweezer
• 3pcs soldering aid tools
• Soldering iron stand with sponge 
• Adjustable wrench  6" 
• Quick heat ceramic soldering iron 110V 
• 		 Pro-soft s/d  3/16"
• 		 Pro-soft s/d  1/4"
• 		 Pro-soft s/d  3.2x1-9/16"
• 		 Pro-soft s/d  #0x1-9/16"
• 		 Pro-soft s/d  5.0x1-9/16"
• 		 Pro-soft s/d  #1x1-9/16"
• 		 Pro-soft s/d  6.0x3-15/16"
• 		 Pro-soft s/d  #2x3-15/16"
• 		 Pro-soft screwdriver  6.0x1-9/16"
• 		 Pro-soft screwdriver  #2x1-9/16"
• Desoldering braid 
• Brush
• 6pcs electronic screwdriver set

Electronic Tool Kit

Description Part No.

Electronic Tool Kit 902-123

• Long nose plier 5-5/16"
• Diagonal cutting plier 4-5/16"
• Lineman's plier 8-1/4"
• Long nose plier 5-7/8"
• Adjustable wrench 6" 
• Side cutting plier 6-1/2"
• 5pcs needle file set
• Soldering iron 30W/110V
• Professional multimeter 
• Measuring tape (3M/10FT)
• Solder core 63%, SN
• 7pcs Hex key set (inch)
• Wire stripper cutter
• Utility knife (3 blades self loading) 
• Electrician's scissors 
• Solder aid tools 
• Desoldering pump 
• 10pcs electronic combination wrench (inch) 
• Flux bottle (2pcs/pack)

• Blow brush (Ø 2-7/16") 
• IC extractor
• Slip joint plier     6-1/16"
•	 Pro-soft screwdriver 3.2x2-15/16"
• 	 Pro-soft screwdriver #0x2-15/16"
• 	 Pro-soft screwdriver 5.0x2-15/16"
• 	 Pro-soft screwdriver #1x2-15/16"
• 	 Pro-soft screwdriver 6.0x3-15/16"
• 	 Pro-soft screwdriver #2x3-15/16"
• 	 Pro-soft screwdriver #2x9-13/16"
• 	 Pro-soft screwdriver 6.0x1-9/16"
• 	 Pro-soft screwdriver #2x1-9/16"
• 6 pcs electronic screwdriver set 
• Soldering tip cleaner
• Super fine tip straight tweezers
• Utility component storage box
• Hobby vise
• Pallet
• Aluminum frame tool case w/1 pallet

 Electronics Master Kit
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Field Maintenance and Service Kit

Description Case size (inch) Part No.

Field Maintenance and Service Kit 18-5/16x13-3/16x7-1/2 902-126

• Long nose plier  5-5/16"
• Diagonal cutting plier  4-5/16"
• Lineman's plier  6-1/2"
• Side cutting plier  6-1/2"
• Long nose plier  5-7/8"
• 9pcs ball point long arm hex key set
• 5pcs needle file set
• Soldering iron 30W 110V
• Desoldering wick
• Solder core 63%, SN
• PVC insulated tape
• Utility knife (3 blades self loading)
• Measuring tape 3M/10FT
• Electrician's scissors
• Desoldering braid
• Flux bottle (2pcs/pack)
• Blow brush (Ø 2-7/16")
• Telescopic magnetic pick up tool
• Inspection mirror
• Digital multimeter

• Heavy duty curved-claw hammer W / Fiberglass 		
  handle
• IC extractor
• Slip-channel pump pliers  10"
• Utility component storage box
• 6pcs electronic screwdriver set
• Slip joint plier  6-1/16"
•		  Pro-soft screwdriver 3.2x2-15/16"
•	  	 Pro-soft screwdriver #0x2-15/16"
• 		 Pro-soft screwdriver 5.0x2-15/16"
• 		 Pro-soft screwdriver #1x2-15/16"
• 		 Pro-soft screwdriver 6.0x3-15/16"
• 		 Pro-soft screwdriver #2x3-15/16"
•	  	 Pro-soft screwdriver #2x9-13/16"
• 		 Pro-soft screwdriver #1x3-15/16"
• 		 Pro-soft screwdriver 6.0x1-9/16"
• Super fine tip straight
• Heavy-duty ABS cases with wheels and 		
  telescoping handle

• Crimping tool (inch)
• Desoldering pump 
• 5pcs needle file set
• Testing screwdriver
• Alignment tool (7-7/8"/1/16") 
• IC extractor 
• Oil can
• Flash light
• 7pcs folding type hex key set (inch)
• 3 prong holder
• 6pcs open-end wrench set
• Carpenter hammer
• PVC insulated tape
• Stainless scissors 6"
• Solder core 63%, SN
• Parts tube
• Heat sink
• Utility knife (3 blades self loading) 
• Measuring tape 3M/10FT 
• Inspection mirror 
• Slip-channel pump pliers 10"
• Pallet
• Carrying case

• Utility component storage box
• Long nose plier 5-5/16"
• Diagonal cutting plier 4-5/16"
• Lineman's plier 8-1/4"
• Bent nose plier 5-1/8"
• Side cutting plier 5-7/8"
• Long nose plier 5-7/8"
• Reverse action tweezer
• 3pcs soldering aid tools
• Soldering iron stand with sponge 
• Adjustable wrench  6" 
• Quick heat ceramic soldering iron 110V 
• 		 Pro-soft s/d  3/16"
• 		 Pro-soft s/d  1/4"
• 		 Pro-soft s/d  3.2x1-9/16"
• 		 Pro-soft s/d  #0x1-9/16"
• 		 Pro-soft s/d  5.0x1-9/16"
• 		 Pro-soft s/d  #1x1-9/16"
• 		 Pro-soft s/d  6.0x3-15/16"
• 		 Pro-soft s/d  #2x3-15/16"
• 		 Pro-soft screwdriver  6.0x1-9/16"
• 		 Pro-soft screwdriver  #2x1-9/16"
• Desoldering braid 
• Brush
• 6pcs electronic screwdriver set

Electronic Tool Kit

Description Part No.

Electronic Tool Kit 902-123

• Long nose plier 5-5/16"
• Diagonal cutting plier 4-5/16"
• Lineman's plier 8-1/4"
• Long nose plier 5-7/8"
• Adjustable wrench 6" 
• Side cutting plier 6-1/2"
• 5pcs needle file set
• Soldering iron 30W/110V
• Professional multimeter 
• Measuring tape (3M/10FT)
• Solder core 63%, SN
• 7pcs Hex key set (inch)
• Wire stripper cutter
• Utility knife (3 blades self loading) 
• Electrician's scissors 
• Solder aid tools 
• Desoldering pump 
• 10pcs electronic combination wrench (inch) 
• Flux bottle (2pcs/pack)

• Blow brush (Ø 2-7/16") 
• IC extractor
• Slip joint plier     6-1/16"
•	 Pro-soft screwdriver 3.2x2-15/16"
• 	 Pro-soft screwdriver #0x2-15/16"
• 	 Pro-soft screwdriver 5.0x2-15/16"
• 	 Pro-soft screwdriver #1x2-15/16"
• 	 Pro-soft screwdriver 6.0x3-15/16"
• 	 Pro-soft screwdriver #2x3-15/16"
• 	 Pro-soft screwdriver #2x9-13/16"
• 	 Pro-soft screwdriver 6.0x1-9/16"
• 	 Pro-soft screwdriver #2x1-9/16"
• 6 pcs electronic screwdriver set 
• Soldering tip cleaner
• Super fine tip straight tweezers
• Utility component storage box
• Hobby vise
• Pallet
• Aluminum frame tool case w/1 pallet
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• Professional 3 3/4 auto-ranging digital multimeter	
• All purpose snip	
• Adjustable wrench 6"	
• 8.7" fiber optic crimping tool	
• 8 pcs folding hex key set
• Adjustable wrenches-10"
• Double end socket can wrench
• Utility knife(3 blades self loading)
• 4P/6P/8P Telecom crimping tool
• Testing screwdriver
• Utility component storage box
• Soldering iron 110V / 30W
• Precision wire stripper (AWG 22/20/18/16/14/12/10)	
• All-in-one toner & probe kit
• Telecom test set	
• Tool case W/1 pallet

• Telecom test set
• 6" straight forceps	
• Electrician’s knife	
• 5" cutting plier	
• 5.5" long nose plier
• 6" long nose plier (170mm) 
• Probe-pic spudger
• Electrician scissors
• Double-end screwdriver
• Pro-soft screwdriver #1x75mm
• Pro-soft screwdriver #2 6x100mm
• Pro-soft screwdriver 8x150mm
• Pro-soft screwdriver 6x150mm
• Precision wire stripper(AWG 30/28/26/24/22/20)
• Punch down tool with 110/66 blades	
• Tone probe kit (battery not include)
• In-line modular adapters 4/6/8 pin 3 in 1
• 8 pcs folding hex key set
• Soldering iron 110V or 220V/30W
• Pallet for PK-4022EI
• Pallet for PK-4022EI
• Heavy duty zipper bag

•      Pro-soft screwdriver 3.2x2-15/16"
•	 Pro-soft screwdriver  #0x2-15/16"
•	 Pro-soft screwdriver  6.0x3-15/16"
•	 Pro-soft screwdriver  #2x3-15/16"
•	 Pro-soft screwdriver  5.0x3-15/16"
•	 Pro-soft screwdriver  #1x3-15/16"
•	 Pro-soft screwdriver  3/16"
•	 Pro-soft screwdriver  1/4"
• Deluxe aluminum frame tool case

Description Case size (inch) Part No.

 Communications Maintenance Kit 17-5/16x13-3/8x6-11/16 902-125

 Communications Maintenance Kit

• Long nose plier 5/16"
• Diagonal cutting plier 4-5/16"
• Side cutting plier 6-1/2"
• Long nose plier 5-7/8"
• Adjustable wrench   6" 
• Professional multimeter
• Tone probe kit 
• 7pcs hex key set (inch)
• Punch down tool 110 blade
• Electrician's scissors 
• Butt set
• In-line modular adapters 4/6/8 pin 3 in 1 
• Electrician's knife 	

Master Telecom Installation and Service Kit

Deluxe Telecom Installer’s Kit

Description Part No.

 Master Telecom Installation and Service Kit PK-4023EI

• Desoldering Braid with 2.0mm	
• Blowing brush	
• Rotary Coaxial Stripper	
• Pallet for PK-4023	
• Pallet for PK-4023
• Extension blade 7" (175mm)
• Driver blade T6
• Driver blade T7
• Driver blade T8
• Driver blade T9
• 8 pcs screwdriver blades
        #0, #1, #2         3, 5, 6mm          T10, T15
• Wrist strap 10FT	
• Nut blade
        1/4", 3/8", 3/16", 7/16", 11/32"
        3mm, 4mm, 4.5mm, 5.5mm, 6mm(metic) 
• Super torque ratchet handle	
• 5" cutting pliers 
• 5.5" long nose pliers
• 8" lineman’s pliers (215mm) black oxide finish

Description Part No.

 Deluxe Telecom Installer’s Kit PK-4022EI




