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For more than 90 years, Wieland Electric has offered customers the broad product range, worldwide approvals,
superior designs, unsurpassed quality, and custom development capabilites necessary to guarantee the most
cost-effective, space-saving and time-saving interconnect solutions. More than just terminal blocks, Wieland's
total offering includes products from PC board connectors to advanced electronic modules; I/O systems to

DIN rail power supplies; and rectangular connectors to hazardous location components.

And more than just products, Wieland has the design support, application assistance and custom solutions
necessary to meet your most challenging interconnect requirements.

The cornerstone of all Wieland products is the superior design and our philosophy of continuous improvement
through innovation. Our high degree of vertical integration and attention to product detail enable our products
not only to perform above established standards, but also to minimize the purchase cost as well as associated
installation and maintenance costs.

Best by design, best product offering and best support.

Wieland .... Best Connections.
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Wieland special products and custom capabilities N
provide unique solutions for your specific application 9‘/7) / 2 -

needs. For more information on how Wieland

products can connect you to your future designs,
call 1-800-wieland or visit us at

www.wielandinc.com

wieland



fﬂSIS DIN Rail Terminal Blocks - Spring Clamp Connection
SGIOS DIN Rail Terminal Blocks - Screw Clamp Connection

TArIS DN Rail Terminal Blocks — IDC Connection

appliance TERMINALS
WieCOH PC Board Connectors
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Connector Systems

reVOS Industrial Multipole connectors
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DIN rail terminal blocks for TS35, type WKF
Multi-conductor terminal blocks

Application specific terminal blocks

Micro modular feed through blocks for TS15, type WKFM
Terminal blocks for electrical installations, type WKIF

DIN rail terminal blocks for electrical installations, type WKI

DIN rail terminal blocks with U foot, type WK/WKN

Feed through blocks for large cross section conductors

Multi-conductor terminal blocks

Application specific terminal blocks

DIN rail terminal blocks with extruded clamping body for TS35, type 9700A
TOP connector system

Busbar components

Stacking coordinates

DIN rail terminal blocks for TS35, type WKC
Multi-conductor terminal blocks with U foot
Application specific terminal blocks

Hybrid terminal blocks

Terminal strips

Lighting and appliance terminals
Plug/screw terminal strips

Terminal boxes

Divisible terminal strips

Mains connectors for appliance wiring

Pluggable PC board connectors, Insulated headers and pin strip headers, two piece design
DIN rail terminal blocks with pluggable connection for PC board connectors

Pluggable PC board connectors, edge card

PC board connectors

PC board connectors, 2-tier version

PC board connectors, 3-tier version

PC board connectors, 4-tier version

Special-purpose connectors, RAST 5 connection style

Feed through modules for control cabinets

Distributed I/O modules

Relay modules

Analog signal conditioning

Wieland power supply

Wieland Electronic modules

Wieland interface system

Empty housings for electronic components

Separate catalog - please order your
copy at:

www.gesis.com
The pluggable electrical system info@wielandinc.com

Standard — 400 V, 500 V, 400/690 V, cable to cable coupling, EMC etc.
Modular system

3 to 8 pole connectors

High-density connectors

24 pole connectors

Data cable feed through, D-Sub connections, bus system connections, fiber optic
Pg thread cable glands
High amperage connectors
Motor starter components

Pg threads are still available

Preparation of conductor ends with
- ferrules

- tools

Technical explanations

Tables

Approvals

Table of contents, structured as per
- type description
- part number
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DIN Rail Terminal Blocks
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faSIS DIN rail terminal blocks - spring clamp connection

BIT = Building
Installation
Technology
~A

_ = =
faSIS B |T DIN rail terminal blocks - spring clamp connection

SEIOS B |T DIN rail terminal blocks — screw clamp connection

P

SE'OS DIN rail terminal blocks - screw clamp connection
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SE’OS DIN rail terminal blocks — screw clamp connection
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Software for DIN rail terminal blocks

wieplan

[J Electronic catalog for
terminal block assemblies

[J Via software:
drawing/part lists/order data

[J Shopping cart function via
www.wieland-electric.com

Part number
Software 95.502.1000.0

Manual 05.563.6389.0

Project management

wieplan enables you to clearly manage your projects and part projects.

Select a mounting rail

¥ wieland You can select a mounting rail as per the following characteristcs:
— Type / rail design

- Length

— Solid or slotted

You can also define the length of the rail section left empty in front of
the block assembly and the spaces between the individual blocks.
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Select an end clamp

You can select the end clamp which matches your selected
mounting rail.

Select the terminal blocks

Intuitive selection of terminal blocks based on certain characteristics
such as function, current, voltage, cross section or as per block type
or part number. After composition of the terminal block assembly,
the blocks can be jumpered and/or marked, and further accessories
can be added. You are offered the matching accessories for each
selection. Plausibility checks are made with regard to end plates,
partitions, covers and more.

Print-out and drawing

The completed terminal block assembly can be displayed on the screen
in form of a drawing, or it can be exported as a electronic file. The block
assembly can also be completely mounted or individual parts can be
ordered online.

"




12

DIN rail terminal blocks
with spring clamp connection, type WKF

fasis

Spring clamp connection 0.13 to 16 mm?
Standard DIN rail terminal blocks 2.5 to 16 mm?
Installation terminal blocks 2.5 to 16 mm?

Duo terminal blocks 2.5/4 mm? double/PCB
Multi-tier blocks 1.5 mm?

Disconnect blocks
Initiator/actuator terminal blocks 4 mm?

fasis for TS 35

m with all required accessories

m with snap-on marking accessories

m with DQS certification

m Flammability class accord. to UL 94 V-0/V-2

All Wieland Components which require C€ general certification are C€ certified,
and identified with the C€ logo.



DIN Rail Terminal Blocks

with Spring Clamp Connection, Type WKF



DIN rail terminal blocks
with spring clamp connection, type WKF

fasis

2.5 mm? 4 mm?

(12 AWG) (10 AWG)

Feed-through blocks 'w&i ‘&"ﬂgﬂﬁ
a "JJ al \/

Neutral feed-through
blocks

Ground blocks

Standard
DIN Rail Terminal Blocks

1.5 mm? 4 mm? Knife edge
(14 AWG) (10 AWG) disconnect block

Feed-

through
Disconnect block
with fuse plug

Branch

Circuit VB

Disconnect block
with diode plug

Feed-through and =
Ground D/SL Disconnect
. Feed-through
- j Ground blocks
| E ‘ Neutral
) ’iﬂ disconnect
BER Electronic blocks
“Bem Bem| Component
5 ol | | o
i § 1 Addition Sround
| i blocks
__Slem [Slol | |
a4
-¢ 3 Double-tier
_® ' block with
L= pluggable
connection

Double-tier blocks

Sensor blocks
with/without LED

14



10 mm? 16 mm?2
(6 AWG) (4 AWG)
i :; ? = AE;.

.

4 mm?
(10 AWG)

&.5;‘ ‘ﬁ'__iiim‘ x

. T
11 vr-w
L @
blocks
2.5 mm? 4 mm? 16 mm?
(12 AWG) (10 AWG) (4 AWG)
(S P
- u
see
fasis BIT
Section

Installation %

DIN Rail Terminal Blocks

2.5 mm? 4 mm?
(12 AWG) (10 AWG)
S, LINLINT e
Feed-through 3 4 N
Food oindg: BTG
. ‘V“— [ "pJ ~
Neutral feed -
eutral feed-
-
Ground Q
blocks
2.5 mm?
(12 AWG)
PR T
Feed-through block ~ SHMIESGHEE
a \ \/
a
Elté%ll‘eed-through £f AN ]
| | (@)
-
Neutral feed-through Q
block
Ground block ll' '_
Feed-through block ™M
with pluggable | ol
connection —
00
~
Neutral feed-through AN
block with pluggable
connection g

Ground block with
pluggable connection

Duo DIN Rail Terminal Blocks

KOE... KOI 3L... KOI 3L/SL...

Sensor and actuator blocks

KOA 2L...

15




DIN rail terminal blocks
with spring clamp connection, type WKF

fasis

System advantages Application advantages
00 Spring clamp connection, — Dynamic connections
screwless technology Protection of the connection against
"cold flow" and creep
Separation of electrical and mechanical — Pre-programmed clamping force
functions The clamping force required to

connect the wire, is created by the
spring element of the clamp

— Secure and maintenance-free
electrical connection
........... | According to EN 60947-7-1

00 TOP connection — Clear and neat wiring
Wire entry and screwdriver access in the In small confined spaces
same plane

— Test points for test plugs up to
@ 2.3 mm on all clamping points,
without having to remove the
connected wire

[0 Built in test points

0 Economic system

— Time saving due to pluggable cross
connectors in potential commoning

O Fatigue-free handling

0 Connection capabilities

The clamping bodies of the WKF series — Both solid and stranded wires can be
can take in any copper conductor types connected to WKF terminal blocks
without ferrules with and without ferrules

Due to the construction of the funnelled
wire entry, stripped wires can be
connected without fraying

0 Tool . . —Rated Blade dimensions
For optimal operation of our WKF cross section of the screwdrivers
terminal blocks we recommend the use 2

; - 14 AWG 1.5 0.6x35
of the following DIN 5264 screwdrivers 12 AWG 2.5 rrnnrrT?z 0.6 i 35 mm
with cylindric design and flat blades 10 AWG 4 mm? 0.6 X 3.5 mm
8 AWG 6 mm? 0.8 x 4.0 mm
6 AWG 10 mm? 0.8x4.0 mm

4 AWG 16 mm? 1.0x 5.5 mm




Cross connection (Jumper Bars)

0 The insulated cross connectors 1VB WKEF...

are completely touch safe

O No partiton plates required between
jumpered terminal groups of different
potential

0 The cross connectors VB WKEF... bear the
same rated current as the terminal

O For modular test plugs see page 177

Wire entry guides

0 For the connection of wires with cross
sections smaller than 18 AWG, we
recommend the use of wire entry guides

0 Wire entry guides prevent the wires
from being inserted beyond the optimal
clamping point and ensures a safe and
secure connection

Marking systems

0 Marking facility is down the center so that

the marking tag is not covered by the
conductor

O Single marking tag in 5, 6, or 8 mm
spacing

0 Marking strips (10 tags) to snap on to the
terminal blocks

0 Tear-off marking strips for 3-digit marking
facilities per block

0 Custom marking upon request

Cover with warning symbol

0 Cover with warning symbol ADC to snap
on to blocks which are still live after
switched-off (VDE 0113)

00 Cover can only be removed with a
screwdriver

DQS certificates for all products

0 Quality standard as per DIN ISO 9001
in Development, Production, Assembly

O Continued control of the quality standard
by means of regular internal and external
quality audits

0 Compatible with certificates of other
countries:
— BSI Certificate, Great Britain
— SQS Certificate, Switzerland
— Aib-Vincotte Certificate, Belgium
— OQS Certificate, Austria

Material

0 Metal parts

Special alloys and surface treatments
provide low contact resistance and
high corrosion resistance

Clamping spring: stainless CrNi steel

Current Carrying bar: tin-plated copper

0 Insulating_material

Polyamide has excellent electrical,
chemical and mechanical
characteristics

Insulating housing: Polyamide 66/6
Tracking resistance: CTI 600

Flammability class:
Type WKE...
Type WKIF 16...

UL 94 V-0
UL 94 V-2

(see also section facts & DATA)

Our wieplan software helps to plan your
DIN rail terminal block assemblies
(see page 10/11).

Note

The information regarding cross-
sectional areas and connection types
pertains to wires without ferrules.
Ferrules are not neccessary for secure
connection.

The voltage ratings apply to the
terminals in their intended application.
When different products are mounted
adjacent to each other, the proper
isolation distances must be adhered to.
For this purpose, Wieland offers a large
selection of appopriate accessories.

If the ground blocks of the WKF series
are not used in block assemblies but are
mounted to the rail as single terminal
blocks, end clamps have to be used.

A detailed description of technical data,
the standards requirements, and the
application conditions can be found in
catalogue section facts & DATA.




DIN Rail terminal blocks
with spring clamp connection, type WKF

fasis
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WKF sample rail

Pos. Description

1

© 00 N oo o A w N

—_
- O

12
13
14
15
16
17
18
19

20
21
22

Feed-through block
Feed-through block, blue
Ground block

Feed-through block
Feed-through block, blue
Ground block

Duo feed-through block

Duo feed-through block, blue
Duo feed-through block

Duo feed-through block, blue
Duo ground block

Partition plate

Wire entry guide

Wire entry guide

Test plug with insulated handle
Cross connector, insulated
Cross connector, insulated
Cross connector, insulated

Cover with warning symbol

Mounting rail
End clamp

Marking strips

Type

WKEF 2,5/35

WKEF 2,5/35 BLAU
WKF 2,5 SL/35

WKF 4/35

WKEF 4/35 BLAU

WKF 4 SL/35

WKF 2,56/D1/2/35

WKF 2,5/D1/2/35 BLAU
WKF 2,5/D2/2/35

WKEF 2,5/D2/2/35 BLAU
WKF 2,5/D2/2/SL/35

TWF 2,5-4

LEL 2,5/2 GRAU

LEL 2,56/3 SCHWARZ
WK 2,56/ST2/2,3

IVB WKF 2,5-2

IVB WKF 2,5-3

IVB WKF 2,5-7

ADF 4/4 GELB

3bx27x7,5 gelocht
9808/2 S35
9705 A/6/10 B

Part. number

56.703.0053.0
56.703.0053.6
56.703.9053.0
56.704.0053.0
56.704.0053.6
56.704.9053.0
56.703.5053.0
56.703.5053.6
56.703.5153.0
56.703.5153.6
56.703.9153.0

07.312.2253.0
05.561.6553.0
05.561.6753.0
75.553.2921.0
77.280.6227.0
77.280.6327.0
77.280.6727.0
04.343.6153.8

98.300.1000.0
75.522.8553.0
04.856.0453.0




Feed-through blocks
with spring clamp connection, type WKF

fasis

EN 60 947-7-1/DIN VDE 0611 T1

UL ratings field/factory wiring
CSA ratings

Width Wire strip length
Approvals

Feed-through block Color: gray

Feed-through block Color: blue
Accessories

1. Mounting rail 35, 7.5 mm high L=2m

Mounting rail 35, 15 mm high L=2m

2. End clamp TS 35, with screw 8 mm wide

End clamp TS 35, without screw 8 mm wide

3. End plate Color: gray

Color: blue

4. Partition plate Color: gray

Color: blue

5. Cross connector 2pole

insulated (jumper bar) 3pole

4pole

Bpole

6pole

7pole

8pole

9pole

10pole

6. Wire entry guide 0.13-0.2 mm?

0.25-0.5 mm?

0.75-1.0 mm?

~

. Cover with warning symbol over 4 blocks

[e0]

. Screwdriver, uninsulated (jumper bar)

©

. Test plug with spring connection
End plate / spacer
Blank module for staggered testing

*) End plate required for each test plug to achieve
6 mm pitch
Marking accessories see page 48/49 and page 90/91
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WKF 2.5/35

fine stranded solid V A
0.13-25mm?0.13-4 mm? 800 V/8kV/3 24

No. 22-12 AWG 600V 20/30
No. 24-12 AWG 600V 25
5 mm 11 mm

@ & () sevEex L\ @ O @ @ @ I ) RINA 1R LCE
BVN* @**

Type Part no. Std. pack
WKF 2,5/35 56.703.0053.0 100
WKF 2,5/35 BLAU 56.703.0053.6 100
35x27x7,5 EN 60715 98.300.0000.0 1
35x24x15 EN 60715 98.360.0000.0 1
9708/2 S35 75.522.8553.0 100
WEF 1/35 75.523.9353.0 100
APF25-4 07.312.2153.0 10
APF2,5-4BLAU 07.312.2153.6 10
TWF25-4 07.312.2253.0 10
TWF 2,5-4 BLAU 07.312.2253.6 10
IVB WKF2,5-2 77.280.6227.0 10
VB WKF 2,53 77.280.6327.0 10
IVBWKF25-4 77.280.6427.0 10
IVBWKF2,5-5 77.280.6527.0 10
IVB WKF2,5-6 77.280.6627.0 10
IVB WKF2,5-7 77.280.6727.0 20
IVBWKF25-8 77.280.6827.0 20
IVBWKF2,5-9 77.280.6927.0 20
IVB WKF2,5-10 77.280.7027.0 20
LEL 2,5/1 WEISS 05.561.6553.0 100
LEL 2,5/2 GRAU 05.561.6653.0 100
LEL 2,5/3 SCHWARZ 05.561.6753.0 100
ADF 2,5/4 GELB 04.343.6053.8 10
DIN 5264 B 0,6x3,5 06.502.4000.0 5
PSWKC/F 71.299.9753.0

ZP/APPS 07.312.6053.0

01.299.9753.0

* CL I, ZN1, AExe Il
**CL I, ZN1, Exe Il

al L "
W Eil
]
WKEF 4/35
fine stranded  solid V A
0.13-4mm? 0.13-6mm? 800 V/8kV/3 32
No. 22-10 AWG 600V 20/30
No. 22-10 AWG 600 V 35
6 mm 11 mm

@ & () sevEEx o\ @ O ® @ @ K O RINA 1R LOE
BVN* @**

Type Part no. Std. pack
WKF 4/35 56.704.0053.0 100
WKF 4/35 BLAU 56.704.0053.6 100
35x27x7,5 EN 60715 98.300.0000.0 1
35x24x15 EN 60715 98.360.0000.0 1
9708/2 S35 75.522.8553.0 100
WEF 1/35 75.523.9353.0 100
APF25-4 07.312.2153.0 10
APF2,5-4BLAU 07.312.2153.6 10
TWF25-4 07.312.2253.0 10
TWF 2,5 -4 BLAU 07.312.2253.6 10
IVB WKF 4 -2 77.261.1227.0 10
IVB WKF 4 -3 77.261.1327.0 10
VB WKF 4 -4 77.261.1427.0 10
IVB WKF 4 -5 77.261.15627.0 10
IVB WKF 4 -6 77.261.1627.0 10
IVB WKF 4 -7 77.261.1727.0 20
VB WKF 4 -8 77.261.1827.0 20
IVB WKF 4 -9 77.261.1927.0 20
IVB WKF 4 -10 77.261.2027.0 20
LEL 4/1 WEISS 05.561.85653.0 100
LEL 4/2 GRAU 05.561.8653.0 100
LEL 4/3 SCHWARZ 05.561.8753.0 100
ADF 4/4 GELB 04.343.6153.8 10
DIN 5264 B 0,6x3,5 06.502.4000.0 5
PSWKC/F 71.299.9753.0

ZP/APPS 07.312.6053.0

01.299.9753.0

* CL I, ZN1, AExe Il
**CL I, ZN1, Exe Il




WKF 6/35

fine stranded solid Y A
05-6mm?Z 05-6mm2 800 V/8kV/3 41
No. 20-8 AWG 600V 40
No. 20-8 AWG 600V 47
8 mm 12 mm
PAND |\ R

Type Part no. Std. pack

WKF 6/35 56.706.0053.0 100

WKF 6/35 BLAU 56.706.0053.6 100
35x27x75EN 60715 98.300.0000.0 1

35x24x15 EN 60715 98.360.0000.0 1

9708/2 S35 75.522.8553.0 100

WEF 1/35 75.523.9353.0 100

IVB WKF 6 —2 77.282.4227.0 10

ADF 6/4 GELB 04.343.6253.8 10

DIN 5264 B 0,8x4 06.502.4100.0

PSWKC/F 71.299.9753.0

ZP/APPS 07.312.6053.0

01.299.9753.0

* CL1, ZN1, AExe Il
**CL 1, ZN1, Exe ll

WKF 10/35

fine stranded  solid V A
25-10mm? 25-10mm? 800 V/8kV/3 57
No. 14-6 AWG 600V 55
No. 14-6 AWG 600V 65
10 mm 13 mm
A IR N * @ * %

Type Part no. Std. pack

WKF 10/35 56.710.0053.0 50

WKF 10/35 BLAU 56.710.0053.6 50

35x27x7,5 EN 60715
35x24x15 EN 60715

98.300.0000.0 1
98.360.0000.0 1

9708/2 S35 75.5622.8553.0 100
WEF 1/35 75.5623.9353.0 100
IVB WKF 10 -2 77.283.8227.0 10

ADF 10/4 GELB 04.343.6453.8 10

DIN 5264 B 0,8x4 06.502.4100.0
PSWKC/F 71.299.9753.0
ZP/APPS 07.312.6053.0

01.299.9753.0

* CL1, ZN1, AExe Il
**CL 1, ZN1, Exe ll

WKF 16/35

fine stranded stranded V A
4 —16 mm? 4-16mm?  800V/8kV/3 76
No. 12-4 AWG 600V 75
No. 12-4 AWG 600V 78
12 mm 15 mm
AN @7

Type Part no. Std. pack

WKEF 16/35 56.716.0053.0 50

WKEF 16/35 BLAU 56.716.0053.6 50

35x27x7,5 EN 60715 98.300.0000.0 1

35x24x15 EN 60715 98.360.0000.0 1
9708/2 S35 75.5622.8553.0 100
WEF 1/35 75.5623.9353.0 100
IVB WKF 16 -2 77.284.4227.0 10

ADF 16/4 GELB
DIN 5264 B 1x5,5
PSWKC/F
ZP/APPS

04.343.6653.8 10
06.502.4200.0 5
71.299.9753.0
07.312.6053.0
01.299.9753.0

* CL 1, ZN1, AExe Il
**CL 1, ZN1, Exe ll
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Ground blocks

with spring clamp connection, type WKF

fasis

EN 60 947-7-2/DIN VDE 0611 T3
UL ratings
CSA ratings
Width
Approvals

Ground block

Accessories

1.Mounting rail 35, 7.5 mm high
Mounting rail 35, 15 mm high
2.End clamp TS 35, with screw
End clamp TS 35, without screw
3.End plate

4. Partition plate

5.Cross connector
insulated (jumper bar)

6. Wire entry guide

field/factory wiring

Wire strip length

Color: yellow/green

L=2m
L=2m

8 mm wide

8 mm wide
Color: gray
Color: blue
Color: green
Color: gray
Color: blue
2pole

3pole

4pole

5pole

6pole

7pole

8pole

9pole

10pole

0.13 - 0.2 mm?
0.25-0.5 mm?
0.75 —=1.0 mm?

7.Cover with warning symbol over 4 blocks

8.Screwdriver, uninsulated (jumper bar)

Marking accessories see page 48/49 and page 90/91
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Current carrying capabilities of the mounting rails see
catalogue section facts & DATA

WKF 2.5 SL/35

fine stranded solid V A
0.13-25mm?0.13-4 mm? 800 V/8kV/3 24

No. 22-12 AWG 600V
No. 24-12 AWG 600V
5 mm 11 mm

@ & (@) sevEex o\ @ O ® @ ® & O RNA 1R
LCEBV R * @ **

Type Part no. Std. pack

Current carrying capabilities of the mounting rails see
catalogue section facts & DATA

WKF 4 SL/35

fine stranded  solid V A
0.13-4mm? 0.13-6 mm? 800 V/8kV/3 32
No. 22-10 AWG 600V

No. 22-10 AWG 600 V

6 mm 11 mm

@ & () sevEEx L\ & O ® @ @ & O RNA 1R
LCEBV R * @ **

Type Part no. Std. pack

WKF 2,5 SL/35

35x27x7,5 EN 60715
35x24x15 EN 60715
9708/2 S35

WEF 1/35

APF 2,54 GRUN

LEL 2,5/1 WEISS
LEL 2,5/2 GRAU
LEL 2,5/3 SCHWARZ

DIN 5264 B 0,6x3,5

* CL 1, ZN1, AExe Il
**CL 1, ZN1, Exe Il

56.703.9053.0 100

98.300.0000.0 1
98.360.0000.0 1
75.522.8553.0 100
75.5623.9353.0 100

07.312.2153.7 10

05.561.6553.0 100
05.561.6653.0 100
05.561.6753.0 100

06.502.4000.0 5

Please see note on page 17!

WKF 4 SL/35

56.704.9053.0 100

35x27x7,5 EN 60715 98.300.0000.0 1
35x24x15 EN 60715 98.360.0000.0 1
9708/2 S35 75.522.8553.0 100
WEF 1/35 75.5623.9353.0 100

APF 2,54 GRUN 07.312.2153.7 10

LEL 4/1 WEISS 05.5661.8553.0 100
LEL 4/2 GRAU 05.561.8653.0 100
LEL 4/3 SCHWARZ 05.5661.8753.0 100
DIN5264B0,6x3,5 06.502.4000.0 5

* CL I, ZN1, AExe Il
**CL 1, ZN1, Exe ll
Please see note on page 17!




Current carrying capabilities of the mounting rails see
catalogue section facts & DATA

Current carrying capabilities of the mounting rails see
catalogue section facts & DATA

Current carrying capabilities of the mounting rails see
catalogue section facts & DATA

WKF 6 SL/35 WKF 10 SL/35 WKF 16 SL/35

fine stranded solid Y A fine stranded  solid Vv A fine stranded stranded V A
05-6mm?Z 05-6mm2 800 V/8kV/3 41 25-10mm? 25-10mm? 800 V/8kV/3 57 4 —16 mm? 4-16mm? 800V/8kV/3 76
No. 20-8 AWG 600V No. 14-6 AWG 600V No. 12-4 AWG 600V

No. 20-8 AWG 600V No. 14-6 AWG 600 V No. 12-4 AWG 600 V

8 mm 12 mm 10 mm 13 mm 12 mm 15 mm
AN* @** AN* @** N* @**

Type Part no. Std. pack Type Part no. Std. pack Type Part no. Std. pack

WKF 6 SL/35 56.706.9053.0 100 WKF 10 SL/35 56.710.9053.0 50 WKEF 16 SL/35 56.716.9053.0 50

35x27x75 EN 60715 98.300.0000.0 1 35x27x7,5EN 60715 98.300.0000.0 1 35x27x7,5 EN 60715 98.300.0000.0 1

35x24x15 EN 60715 98.360.0000.0 1 35x24x15 EN 60715 98.360.0000.0 1 35x24x15 EN 60715 98.360.0000.0 1

9708/2 S35 75.522.8553.0 100 9708/2 S35 75.522.8553.0 100 9708/2 S35 75.522.8553.0 100

WEF 1/35 75.523.9353.0 100 WEF 1/35 75.523.9353.0 100 WEF 1/35 75.523.9353.0 100

DIN 5264 B 0,8x4 06.502.4100.0 5 DIN 5264 B 0,8x4 06.502.4100.0 5 DIN 5264 B 1x5,5 06.502.4200.0 5

* CL I, ZN1, AExe Il * CLI, ZN1, AExe Il * CL I, ZN1, AExe Il

**CL 1, ZN1, Exe I **CL I, ZN1, Exe Il **CL I, ZN1, Exe Il

Please see note on page 17! Please see note on page 17! Please see note on page 17!
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Neutral disconnect blocks
with spring clamp connection, type WKF

fasis

Combination with
Feed-through block WKF 4/35
ground block WKF 4 SL/35

24

WKF 4 NT/35
fine stranded  solid V A
EN 60 947-7-1; 1991/DIN VDE 0611 T1/08.92 0.13-4mm? 0.13-6mm? 400 V/6 kV/3 30
UL ratings field/factory wiring
CSA ratings No. 22-10 AWG 600V 25
Width Wire strip length 6 mm 11 mm
Approvals
Type Part no. Std. pack
Feed-through block Color: gray
Feed-through block Color: blue
Neutralleiter-Trennklemme Color: blue WKF 4 NT/35 56.704.8153.0 100
Ground block Color: green/yellow
Accessories
1. Mounting rail 35, 7.5 mm high L=2m | 35x27x75EN 60715 98.300.0000.0 1
Mounting rail 35, 15 mm high L=2m 35x24x15 EN 60715 98.360.0000.0 1
2.End clamp TS 35, with screw 8 mm wide | 9708/2 S35 75.522.8553.0 100
End clamp TS 35, without screw 8 mm wide | WEF1/35 75.523.9353.0 100
3. End plate Color: gray
Color: blue | APFANT 07.312.6053.0 10
4. Partition plate
5. Cross connector 2pole VB WKF 4 -2 77.261.1227.0 10
insulated (jumper bar) 3pole IVB WKF 4 -3 77.261.1327.0 10
4pole | IVBWKF4-4 77.261.1427.0 10
5pole IVB WKF 4 -5 77.261.15627.0 10
6pole VB WKF 4 -6 77.261.1627.0 10
7pole | IVBWKF4-7 77.261.1727.0 20
8pole | IVBWKF4-8 77.261.1827.0 20
9pole | IVBWKF4-9 77.261.1927.0 20
10pole IVB WKF 4 -10 77.261.2027.0 20
6. Wire entry guide 0.13-0.2 mm? | LEL4/1 WEISS 05.561.8553.0 100
0.25-0.5mm? | LEL4/2 GRAU 05.561.8653.0 100
0.75-1.0 mm? | LEL4/3 SCHWARZ 05.561.8753.0 100
7. Cover with warning symbol over 4 blocks ADF 4/4 GELB 04.343.6153.8 10
8. Bus bar, E-Cu 10 x 3 mm, tin-plated L=1m | 9813MSN 98.290.1000.0 1
9. Connector clamp for bus bar 8.5 mm wide | WAK 16/2 BLAU 30.494.3021.6 100
17 mm wide | WAK 35/2 30.494.4121.0 50
10. Bus bar support 8 mm wide | WKIF SH/E/35 71.108.8453.0 10
11. Screwdriver uninsulated (jumper bar) DIN 5264 B 0,6x3,5 06.502.4000.0 5
Marking accessories see page 48/49 and page 90/91




Supply blocks for junction box

with spring clamp connection, type WKIF

W
Al
=

-

Y
‘ = ; £
H_}LF, — : 1

WKIF 16/35

fine stranded  stranded V A
4 -16 mm? 4-16mm?2 800V/8kV/3 76
12 mm 16 mm
Type Part no. Std. pack

WKIF 16/35 56.716.1153.0 50

WKIF 16/35 BLAU 56.716.1153.6 50
35x27x75EN 60715 98.300.0000.0 1

35x24x15 EN 60715 98.360.0000.0 1

9708/2 S35 75.522.8553.0 100

IVB WKIF 16 -2 77.284.6227.0 10

9813 M SN 98.290.1000.0 1

WAK 16/2 BLAU 30.494.3021.6 100

WAK 35/2 30.494.4121.0 50

WKIF SH/E/35 71.108.8453.0 10

DIN 5264 B 1x5 06.502.4200.0 5

91k

WKIF 16 NT/35

fine stranded  stranded
4-16mm?2  4-16mm?

12 mm

Type Part no.

WKIF 16 NT/35 56.716.8153.0

35x27x7,5 EN 60715
35x24x15 EN 60715

98.300.0000.0
98.360.0000.0

9708/2 S35 75.522.8553.0
WEF 1/35 75.523.9353.0
IVB WKIF 16 -2 77.284.6227.0
9813 M SN 98.290.1000.0
WAK 16/2 BLAU 30.494.3021.6
WAK 35/2 30.494.4121.0
WKIF SH/E/35 71.108.8453.0
DIN 5264 B 1x5 06.502.4200.0

v

Std. pack

50

100
100

100
50
10

A

400 V/6 kV/3 68

16 mm

914

WKIF 16 SL/35

fine stranded  stranded
4-16mm?2  4-16mm?

12 mm

Type Part no.

WKIF 16 SL/35 56.716.9153.0

35x27x7,5 EN 60715 98.300.0000.0

35x24x15 EN 60715 98.360.0000.0
9708/2 S35 75.522.8553.0
IVB WKIF 16 -2 77.284.6227.0
9813 M SN 98.290.1000.0
WAK 16/2 BLAU 30.494.3021.6
WAK 35/2 30.494.4121.0
WKIF SH/E/35 71.108.8453.0
DIN 5264 B 1x5 06.502.4200.0

V

Std. pack

50

100

100
50
10

A

800 V/8 kV/3 76

16 mm
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Duo-feed-through blocks

with spring clamp connection, type WKF

fasis

EN 60 947-7-1/DIN VDE 0611 T1

UL ratings field/factory wiring
CSA ratings

Width Wire strip length
Approvals

Duo feed-through block 1/2 Color: gray

Color: blue

Duo feed-through block 2/2 Color: gray

Color: blue

Double feed-through block Color: black
Accessories

1. Mounting rail 35, 7.5 high L=2m

Mounting rail 35, 15 high L=2m

2. Endclamp TS 35, with screw 8 mm wide

End clamp TS 35, without screw 8 mm wide

3. End plate Color: gray

Color: blue

4. Partition plate Color: gray

Color: blue

5. Cross connector 2pole

insulated (jumper bar) 3pole

4pole

Bpole

6pole

7pole

8pole

9pole

10pole

6. Wire entry guide 0.13-0.2 mm?

0.25-0.5 mm?

0.75-1.0 mm?

7. Cover with warning symbol over 4 blocks
8. Screwdriver, uninsulated (jumper bar)
9. Test plug with spring connection
End plate / spacer
Blank module for staggered testing
Marking accessories see page 48/49 and page 90/91

26

WKF 2.5 D1/2/35

fine stranded solid V
0.13-2.5mm? 0.5 -4 mm?

No. 22-12 AWG

No. 24-12 AWG 600 V
5 mm

@ & (@) sevEEx o\ & O ® @ @ I O RNA R

LCEBVRY * @ **
Type

WKF 2,5/D1/2/35

WKF 2,5/D1/2/35 BLAU

35x27x7,5 EN 60715
35x24x15 EN 60715
9708/2 S35

WEF 1/35

APF 2,5 /D1/2
APF2,5/D1/2 BLAU
TWF 2,5/D1/2

TWF 2,5/D1/2 BLAU
IVB WKF 2,52

IVB WKF 2,5-3

IVB WKF 2,54

IVB WKF 2,5-5

IVB WKF 2,5 -6

VB WKF 2,57

IVB WKF 2,5-8

IVB WKF 2,5-9

IVB WKF 2,5~ 10
LEL 2,5/1 WEISS
LEL 2,5/2 GRAU

LEL 2,5/3 SCHWARZ
ADF 2,5/4 GELB

DIN 5264 B 0,6x3,5
PSWKC/F

ZP/APPS

* CL I, ZN1, AExe Il

600V 20/30

Part no. Std. pack
56.703.56053.0 100
56.703.5053.6 100

98.300.0000.0 1
98.360.0000.0 1
75.5622.8553.0 100
75.5623.9353.0 100
07.312.2353.0 10
07.312.2353.6 10
07.312.2453.0 10
07.312.2453.6 10
77.280.6227.0 10
77.280.6327.0 10
77.280.6427.0 10
77.280.6527.0 10
77.280.6627.0 10
77.280.6727.0 20
77.280.6827.0 20
77.280.6927.0 20
77.280.7027.0 20
05.561.6553.0 100
05.561.6653.0 100
05.561.6753.0 100
04.343.6053.8 10
06.502.4000.0 5
71.299.9753.0

07.312.6053.0

01.299.9753.0

/ **CL1, ZN1, Exe |l

800 V/8 kV/3 24

498

WKF 2.5 D2/2/35

fine stranded  solid V A
0.13-25mm20.5-4mm?2 800 V/8kV/3 24
No. 22-12 AWG 600V 20/30
No. 24-12 AWG 600V 25
5 mm 11T mm

@ & () sevEEx N\ & O ® @ @ [ O RNA 1R

ICEBVR * @ **
Type

WKF 2,5/D2/2/35
WKF 2,5/D2/2/35 BLAU

35x27x7,5 EN 60715
35x24x15 EN 60715
9708/2 S35

WEF 1/35

APF 2,5 /D2/2

APF 2,5/D2/2 BLAU
TWF 2,5/D2/2

TWEF 2,5/D2/2 BLAU
IVB WKF 2,52

IVB WKF 2,5-3

IVB WKF 2,54

IVB WKF 2,5-5

IVB WKF 2,5 -6

VB WKF 2,5 -7

IVB WKF 2,58

IVB WKF 2,5-9

IVB WKF 2,5~ 10
LEL 2,5/1 WEISS
LEL 2,5/2 GRAU

LEL 2,5/3 SCHWARZ
ADF 2,5/4 GELB

DIN 5264 B0,6x3,5
PSWKC/F

ZP/APPS

* CL I, ZN1, AExe Il

Part no. Std. pack

56.703.5153.0 100
56.703.561563.6 100

98.300.0000.0 1
98.360.0000.0 1
75.5622.856563.0 100
75.5623.9363.0 100
07.312.2553.0 10
07.312.2553.6 10
07.312.2653.0 10
07.312.2653.6 10
77.280.6227.0 10
77.280.6327.0 10
77.280.6427.0 10
77.280.65627.0 10
77.280.6627.0 10
77.280.6727.0 20
77.280.6827.0 20
77.280.6927.0 20
77.280.7027.0 20
05.561.6553.0 100
05.561.6653.0 100
05.5661.6753.0 100
04.343.6053.8 10
06.502.4000.0 5
71.299.9753.0
07.312.6053.0
01.299.9753.0

/ **CL1, ZN1, Exe |l




WKF 2.5 D/D/35

fine stranded solid Y A
0.13-25mm?20.5-4mm?2 800 V/8kV/3 24
No. 22-12 AWG 600V 20/30
No. 24-12 AWG 600V 25
5 mm 11 mm

@ & (@) seveEx o\ @ O Q@ @ O & O RINA 8
LCIE BVNH @2)

Type Part no. Std. pack

WKF 2,5/D/D/35 56.703.5253.0 100

35x27x7,5 EN 60715 98.300.0000.0 1
35x24x15 EN 60715 98.360.0000.0 1

9708/2 S35 75.5622.8553.0 100
WEF 1/35 75.5623.93563.0 100
APF2,5/D2/2 07.312.25653.0 10
TWF 2,5/D2/2 07.312.2653.0 10
LEL 2,5/1 WEISS 05.561.6553.0 100
LEL 2,5/2 GRAU 05.561.6653.0 100
LEL 2,5/3 SCHWARZ 05.561.6753.0 100
ADF 2,5/4 GELB 04.343.6053.8 10
DIN 5264 B 0,6x3,5 06.502.4000.0 5
PSWKC/F 71.299.9753.0

ZP/APPS 07.312.6053.0

01.299.9753.0
W CLI, ZN1, Exe ll, 2 CL 1, ZN1, AExe Il

WKF 4 D1/2/35

fine stranded  solid V A
0.13-4mm?2 05-6mm?2 800 V/8kV/3 32
No. 22-10 AWG 600V 30
No. 22-10 AWG 600V 35
6 mm 11 mm

@@@NH@ZD

Type Part no. Std. pack
WKF 4 D1/2/35 56.704.5053.0 100
WKF 4 D1/2/35 BLAU 56.704.5053.6 100

35x27x7,5 EN 60715 98.300.0000.0 1
35x24x15 EN 60715 98.360.0000.0 1

9708/2 S35 75.5622.8553.0 100
WEF 1/35 75.5623.93563.0 100
APF4/D1/2 07.312.4853.0 10
APF 4/D1/2 BLAU 07.312.4853.6 10
TWF 4/D1/2 07.312.4953.0 10
TWF 4/D1/2 BLAU 07.312.4953.6 10
IVB WKF 4 -2 77.261.1227.0 10
IVB WKF 4 -3 77.261.1327.0 10
IVB WKF 4 -4 77.261.1427.0 10
IVB WKF 4 -5 77.261.1527.0 10
IVB WKF 4 -6 77.261.1627.0 10
IVB WKF 4 -7 77.261.1727.0 20
IVB WKF 4 -8 77.261.1827.0 20
IVB WKF 4 -9 77.261.1927.0 20
IVB WKF 4 - 10 77.261.2027.0 20
LEL 4/1 WEISS 05.561.8553.0 100
LEL 4/2 GRAU 05.561.8653.0 100
LEL 4/3 SCHWARZ 05.5661.8753.0 100
ADF 4/4 GELB 04.343.61563.8 10
DIN 5264 B0,6x3,5 06.502.4000.0 5
PSWKC/F 71.299.9753.0

ZP/APPS 07.312.6053.0

01.299.9753.0
W CLI, ZN1, Exe Il, 2 CL 1, ZN1, AExe Il
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Duo ground blocks

with spring clamp connection, type WKF

fasis

EN 60 947-7-1/DIN VDE 0611 T1

UL ratings field/factory wiring
CSA ratings

Width Wire strip length
Approvals

Duo feed-through block 1/2
Duo ground block 2/2

Color: yellow/green
Color: yellow/green

Accessories

1. Mounting rail 35, 7.5 high
Mounting rail 35, 15 high

2. End clampTS 35, with screw

L=2m
L=2m

8 mm wide
End clamp TS 35, without screw 8 mm wide
3. End plate Color: grau
Color: blue
Color: green
4. Partition plate Color: gray
Color: blue
5. Cross connector 2pole
Insulated (jumper bar) 3pole
4pole

Bpole

6pole

7pole

8pole

9pole

10pole
0.13-0.2 mm?
0.25-0.5 mm?
0.75 - 1.0 mm?

7. Cover with warning symbol over 4 blocks

6. Wire entry guide

8. Screwdriver, uninsulated (jumper bar)

Marking accessories see page 48/49 and page 90/91
28

423

Current carrying capabilities of the mounting rails see catalogue
section facts & DATA

WKF 2.5 D1/2/SL/35

fine stranded solid V A
0.13-25mm20.5-4mm?2 800V/8kV/3 24
No. 22-12 AWG 600V
No. 24-12 AWG 600 V
5 mm 11 mm

@ & (@) sevEEx o\ & O ® @ @ I O RNA R
LCEBV QY * @ **

Type Part no.
WKEF 2,5/D1/2/SL/35

Std. pack
56.703.9353.0 100

35x27x7,5 EN 60715 98.300.0000.0 1
35x24x15 EN 60715 98.360.0000.0 1
9708/2 S35 75.5622.8553.0 100
WEF 1/35 75.5623.9353.0 100
APF 2,5D1/2 GRUN 07.312.2353.7 10

LEL 2,5/1 WEISS 05.561.6553.0 100

LEL 2,5/2 GRAU 05.561.6653.0 100
LEL 2,5/3 SCHWARZ 05.561.6753.0 100
ADF 2,5/4 GELB 04.343.6053.8 10

DIN 5264 B 0,6x3,5 06.502.4000.0 5

* CLI, ZN1, AExe Il / **CL I, ZN1, Exe |l
Please see note on page 17!

Current carrying capabilities of the mounting rails see catalogue
section facts & DATA

WKF 2.5 D2/2/SL/35

fine stranded  solid V A
0.13-25mm20.5-4mm?2 800 V/8kV/3 24
No. 22-12 AWG 600V
No. 24-12 AWG 600 V
5 mm 11T mm

@ & () sEv-EEX N\ & O ® @ @ [ O RNA 1R
LCEBV @ * @ **
Type Part no. Std. pack

WKF 2,5/D2/2/SL/35 56.703.9153.0 100

35x27x7,5 EN 60715 98.300.0000.0 1
35x24x15 EN 60715 98.360.0000.0 1
9708/2 S35 75.5622.856563.0 100
WEF 1/35 75.5623.9353.0 100
APF 2,5 D2/2 GRUN 07.312.2553.7 10

LEL 2,5/1 WEISS 05.561.6553.0 100

LEL 2,5/2 GRAU 05.5661.6653.0 100
LEL 2,5/3 SCHWARZ 05.5661.6753.0 100
ADF 2,5/4 GELB 04.343.6053.8 10
DIN 5264 B0,6x3,5 06.502.4000.0 5

* CLI, ZN1, AExe Il / **CL I, ZN1, Exe |l
Please see note on page 17!




Current carrying capabilities of the mounting rails see catalogue
section facts & DATA

WKF 4 D1/2/SL/35

fine stranded solid Y A
0.13-4mm?2 05-6mm?2 800 V/8kV/3 32
No. 22-10 AWG 600 V

No. 22-10 AWG 600 V

6 mm 11 mm

@A@N”@z'

Type Part no. Std. pack
WKF 4 D1/2/SL/35 56.704.9353.0 100

35x27x75 EN 60715 98.300.0000.0 1
35x24x15 EN 60715 98.360.0000.0 1

9708/2 S35 75.5622.85563.0 100
WEF 1/35 75.523.93563.0 100
APF 4 D1/2 GRON 07.312.4853.7 10
LEL 4/1 WEISS 05.561.8553.0 100
LEL 4/2 GRAU 05.561.8653.0 100
LEL 4/3 SCHWARZ 05.561.87563.0 100
ADF 2,5/4 GELB 04.343.6053.8 10
DIN 5264 B0,6x3,5 06.502.4000.0 5

CLI, ZN1, Exe I, 2 CL1, ZN1, AExe Il

Please see note on page 17!
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Double tier terminals
with spring clamp connection, type WKF

fasis

LA 875

526

e
1
WKF 4 E/35 WKF 4 E/VB/35
fine stranded  solid V A fine stranded  solid V A
EN 60 947-7-1 0.13-4mm? 0.13-6 mm? 800 V/8kV/3 32 0.13-4mm? 0,13-6mm? 800 V/8kV/3 32
UL ratings field/factory wiring
CSA ratings
Width Wire strip length 6 mm 11 mm 6 mm 11 mm
Approvals @ W pending @ W pending
Type Part no. Std. pack Type Part no. Std. pack
Double Tier Color: gray WKF 4 E/35 56.704.7053.0 100
Double Tier-Branch circuit Color: black WKEF 4 E/VB/35 56.704.6953.1 100

Double Tier-Ground

Function Terminal

Color: green/yellow
Color: red
Function Terminal Color: orange

Accessories

w

. End plate

4. Partition plate

Screwdriver, MINI

30

1. Mounting rail 35, 7.6 mm high, solid L=2m
Mounting rail 35, 15 mm high, solid L=2m
2. End clamp TS 35, screwmount 8 mm wide
End clamp TS 35, screwless 8 mm wide

1.5 mm wide
1.5 mm wide
1.5 mm wide
1.5 mm wide
1.5 mm wide

5. Cross connector 2pole
insulated (jumper bar) 3pole
4pole
Bpole
6pole
7pole
8pole
9pole
10pole
6. Vertical Jumper Tpole
7 Wire entry guide 0.13-0.2 mm?
0.25-0.5 mm?
0.75 - 1.0 mm?

8. Cover with warning symbol for 4 terminals

9. Screwdriver

Marking accessories see page 48/49 and page 90/91

35x27x7,5 EN 60715
35x24x15 EN 60715
9708/2 S35

WEF 1/35

Color: gray
Color: blue
Color: green
Color: gray
Color: blue

IVB WKF 4 -2

IVB WKF 4 -3

IVB WKF 4 -4

IVB WKF 4 -5

IVB WKF 4 -6

IVB WKF 4 -7

IVB WKF 4 -8

IVB WKF 4 -9

IVB WKF 4 -10

IVB WKF-v*

LEL 4/1 WEISS

LEL 4/2 GRAU

LEL 4/3 SCHWARZ
ADF 4/4 GELB

DIN 5264 B 0,6x3,5
DIN 5264 B 0,6x3,5 M

98.300.0000.0
98.360.0000.0
75.522.8553.0
75.5623.9353.0

APF4E..07.312.5753.0

TWF4E..07.312.56853.0

77.261.1227.0
77.261.1327.0
77.261.1427.0
77.261.1527.0
77.261.1627.0
77.261.1727.0
77.261.1827.0
77.261.1927.0
77.261.2027.0
77.261.1127.0
05.561.8553.0
05.561.8653.0
05.561.8753.0
04.343.6153.8
06.502.4000.0
06.502.5000.0

1
1
100
100

10
10
10
10
10
20
20
20
20

100
100
100

10

10

10

10

35x27x7,5EN 60715
35x24x15 EN 60715
9708/2 S35

WEF 1/35

APFAE..

TWFA4E.

IVB WKF 4 -2
IVB WKF 4 -3
IVB WKF 4 -4
IVB WKF 4 -5
IVB WKF 4 -6
IVB WKF 4 -7
IVB WKF 4 -8
IVB WKF 4 -9
IVB WKF 4 - 10

LEL 4/1 WEISS

LEL 4/2 GRAU

LEL 4/3 SCHWARZ
ADF 4/4 GELB

DIN 5264 B 0,6x3,5
DIN 5264 B 0,6x3,5 M

98.300.0000.0
98.360.0000.0
75.522.8553.0
75.5623.9353.0
07.312.5753.0

07.312.5853.0

77.261.1227.0
77.261.1327.0
77.261.1427.0
77.261.1527.0
77.261.1627.0
77.261.1727.0
77.261.1827.0
77.261.1927.0
77.261.2027.0

05.561.8553.0
05.561.8653.0
05.5661.8753.0
04.343.6153.8
06.502.4000.0
06.502.5000.0

100
100
10

10
10
10
10
10
20
20
20
20

100
100
100

10

10




0l
526

WKEF 4 E /D/SL/35

fine stranded  solid
0.13-4mm?  0.13-6 mm?

6 mm
@ R pending
Type

WKF 4 E /D/SL/35

35x27x7,5 EN 60715
35x24x15 EN 60715
9708/2 S35

WEF 1/35

APF4E...

TWF4E..

IVB WKF 4 -2
IVB WKF 4 -3
IVB WKF 4 -4
IVB WKF 4 -5
IVB WKF 4 -6
IVB WKF 4 -7
IVB WKF 4 -8
IVB WKF 4 -9
IVB WKF 4 - 10

LEL 4/1 WEISS

LEL 4/2 GRAU

LEL 4/3 SCHWARZ
ADF 4/4 GELB

DIN 5264 B 0,6x3,5
DIN 5264 B 0,6x3,5M

\Y

Part no. Std. pack

56.704.9953.0

98.300.0000.0
98.360.0000.0
75.522.8553.0
75.523.9353.0
07.312.5753.0

07.312.5853.0

77.261.1227.0
77.261.1327.0
77.261.1427.0
77.261.1527.0
77.261.1627.0
77.261.1727.0
77.261.1827.0
77.261.1927.0
77.261.2027.0

05.561.8553.0
05.561.8653.0
05.561.8753.0
04.343.6153.8
06.502.4000.0
06.502.5000.0

100
100
10

10
10
10
10
10
20
20
20
20

100
100
100

10

10

A
800 V/8 kV/3 32

11 mm

WKF 4 E SL/35

fine stranded  solid
0.13-4mm?  0.13-6 mm?

6 mm
@ R pending
Type

WKF 4 E SL/35

35x27x75 EN 60715
35x24x15 EN 60715
9708/2 S35

WEF 1/35

APF4E..

LEL 4/1 WEISS

LEL 4/2 GRAU

LEL 4/3 SCHWARZ
ADF 4/4 GELB

DIN 5264 B 0,6x3,5
DIN 5264 B 0,6x35M

V

Part no. Std. pack

56.704.9253.0

98.300.0000.0
98.360.0000.0
75.522.8553.0
75.523.9353.0

07.312.5753.7

05.561.8553.0
05.561.8653.0
05.561.8753.0
04.343.6153.8
06.502.4000.0
06.502.5000.0

100

100
100

100
100
100

10

10

A
800 V/8 kV/3 32

11 mm
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Double tier blocks

with spring clamp connection, type WKF

fasis

EN 60 947-7-1
UL ratings field/factory wiring
CSA ratings
Width Wire strip length
Approvals
Double tier block Color: gray
Double tier-Branch circuit Color: black
Double tier-Ground Color: green/yellow
Function Terminal Color: red
Function Terminal Color: orange
Accessories
1. Mounting rail 35, 7.5 mm high L=2m
Mounting rail 35, 15 mm high L=2m
2. End clamp TS 35, with screw 8 mm wide
End clamp TS 35, without screw 8 mm wide
3. End plate 1.5 mm wide Color: gray
1.5 mm wide Color: blue
1.5 mm wide Color: green
4. Partition plate 1.5 mm wide Color: gray
1.5 mm wide Color: blue
5. Cross connector 2pole
Insulated (jumper bar) 3pole
4pole
Bpole
6pole
7pole
8pole
9pole
10pole
6. Vertical Jumper Tpole
7. Wire entry guide 0.13-0.2 mm?
0.25-0.5 mm?
0.75 - 1.0 mm?
8. Cover with warning symbol over 4 blocks
9. Screwdriver, uninsulated (jumper bar)
Screwdriver, uninsulated (jumper bar), MINI
Marking accessories see page 48/49 and page 90/91
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WKF 4 E /35...

fine stranded solid Vv
0.13-4mm?  0.13-6 mm?

6 mm

@ W pending

Type Part no. Std. pack
WKF 4 E /35... 56.704.XX53.5
WKF 4 E /35... 56.704.XX53.9
35x27x7,5 EN 60715 98.300.0000.0 1
35x24x15 EN 60715 98.360.0000.0 1
9708/2 S35 75.522.8553.0 100
WEF 1/35 75.523.9353.0 100
APFAE.. 07.312.5753.0 10
TWF4E.. 07.312.5853.0 10
IVB WKF 4 -2 77.261.1227.0 10
IVB WKF 4 -3 77.261.1327.0 10
IVB WKF 4 -4 77.261.1427.0 10
IVB WKF 4 -5 77.261.1527.0 10
IVB WKF 4 — 6 77.261.1627.0 10
IVB WKF 4 -7 77.261.1727.0 20
IVB WKF 4 -8 77.261.1827.0 20
IVB WKF 4 -9 77.261.1927.0 20
IVB WKF 4 -10 77.261.2027.0 20
LEL 4/1 WEISS 05.561.8553.0 100
LEL 4/2 GRAU 05.561.8653.0 100
LEL 4/3 SCHWARZ 05.561.8753.0 100
ADF 4/4 GELB 04.343.6153.8 10
DIN 5264 B 0,6x3,5 06.502.4000.0 5
DIN 5264 B 0,6x3,5 M 06.502.5000.0 10

56.704.7553.9
56.704.7553.5

56.704.7153.5
56.704.7153.9

56.704.8053.9

56.704.8253.5

56.704.7953.5

56.704.8353.5

56.704.7453.9
LED red

56.704.7253.5
LED red

56.704.7353.5

Function Diagram

c
1]

1000 V

c

=1000V

c
Il

1000 V

I =1A
U =1000V

R =47KQ
P=05W
U=24VvDC

R =4.7KQ
P=05W
U=24VDC

R =680 KQ
P=0256W
U = 100-5600 V



WKF 1.5 E/35

fine stranded solid

0.13-1.5 mm? 0.13 - 2.5 mm? 400 V/6 kV/3 17.5

30-14 AWG

CSA No. 28-14 AWG

5mm

N * @ **
Type
WKF 1,5 E/35

35x27x7,5 EN 60715
35x24x15 EN 60715
9708/2 S35

WEF 1/35

APF15E

TWF15E

IVB WKF 2,52
IVBWKF2,5-3
IVBWKF 2,54

IVB WKF 2,5-5

IVB WKF 2,56
IVBWKF2,5-7
IVBWKF2,5-8

IVB WKF 2,5-9

IVB WKF 2,5~ 10

IVB WKFC-V*)

LEL 1,5/1 WEISS

LEL 1,5/2 GRAU

LEL 1,5/3 SCHWARZ
ADF 1,5/4 GELB

DIN 5264 B 0,6x3,5
DIN 5264 B 0,6x3,5M
* CL1, ZN1, AExe Il
**CL 1, ZN1, Exe ll

Vv A
300V 15A
600V  20A

8 mm
Part no. Std. pack

56.702.7053.0 100

98.300.0000.0 1
98.360.0000.0 1
75.522.8553.0 100
75.523.9353.0 100
07.312.3563.0 10

07.312.3663.0 10

77.280.6227.0 10
77.280.6327.0 10
77.280.6427.0 10
77.280.6527.0 10
77.280.6627.0 10
77.280.6727.0 20
77.280.6827.0 20
77.280.6927.0 20
77.280.7027.0 20
77.261.1127.0

05.562.2453.0 100
05.5662.25563.0 100
05.562.2653.0 100
04.343.83563.8 10
06.502.4000.0 5
06.502.5000.0 10
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DIN rail terminal blocks with spring clamp connection and
pluggable connections

fasis

sEEEEE
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0 Touch safe

System advantages
0 Spring clamp connection,

screwless technology

Separation of electrical and mechanical
functions

0 TOP connection

Wire entry and screwdriver access in
same plane

0 Built in Test Points

[0 Preassembled modules

0 Pluggable wiring inside the control

cabinet

0 Safety through coding

Application advantages

— Dynamic connections
Protection of the connection against
"cold flow" and creep

— Pre-programmed clamping force
The clamping force required to connect
the wire, is created by the spring
elements of the clamp

— Secure and maintenance-free
electrical connection
According to EN 60947-7-1

— Clear wiring
In small confined spaces

— Test points for test plugs up to
@ 2.3 mm on all clamping points,
without having to remove the
connected wire

— Reduced downtime due to quick and
easy component replacement

Wiring errors reduced to a minimum
Cost reduction in assembly on site

!

I

— Time saving due to pluggable
accessories

— Flexible potential commoning

O Two versions of DIN rail terminal
blocks:

— WKF 2.5/D2/8113... with 2 inputs and
2 outputs on one potential, only 5 mm
wide

— WKEF 2.5 E/8113/35 with 2 input and
2 output with different potentials in
double-tier design

— Dead front safety as per IEC 60529 due
to shrouded pins on the plug-in side

— Coding pieces prevents incorrect
mating of the pluggable connector



Cross connection (Jumper Bars)

0 The insulated cross connectors 1VB WKEF...

are completely touch safe

O No partition plates required between
jumpered terminal groups of different
potential

O Cross connector IVB WKF 2.5... can bear
the same ratied current as the terminal
(pg. 17)

Wire entry guides

0 For the connection of wires with cross
sections smaller than 18 AWG, we
recommend the use of wire entry guides

0 Wire entry guides prevent the wires
from being inserted beyond the optimal
clamping point and ensurs a safe and
secure connection

Marking systems

0 Marking facility is down the center so that

the marking tag is not covered by the
conductor

0 Single marking tag 5, 6, or 8 mm spacing

O Marking strips (10 tags) to snap on to the
terminal blocks

O Tear-off marking strips for 3-digit marking
facilities per block

0 Custom marking upon request

Cover with warning symbol

0 Cover with warning symbol ADC to snap
on to blocks which are still live after
switched-off (VDE 0113)

O Cover can only be removed with a
screwdriver

DQS certificates for all products

0 Quality standard as per DIN ISO 9001
in Development, Production, Assembly

O Continued control of the quality standard
by means of regular internal and external
quality audits

O Compatible with certificates of other
countries:
— BSI Certificate, Great Britain
— SQS Certificate, Switzerland
— Aib-Vincotte Certificate, Belgium
— OQS Certificate, Austria

Material

0 Metal parts

Special alloys and surface treatments
provide low contact resistance and
high corrosion resistance

Clamping spring: stainless CrNi steel

Current Carrying bar: tin-plated cooper

O Insulating_material

Polyamide has excellent electrical,
chemical and mechanical
characteristics

Insulating housing:Polyamide 66/6
CTI 600
UL 94 V-0

Tracking resistance:

Flammability class:

(see also section facts & DATA)

Our wieplan software helps to plan your
DIN rail terminal block assemblies
(see page 10/11).

Note

The information regarding cross-
sectional areas and connection types
pertains to wires without ferrules.
Ferrules are not neccessary for secure
connection.

The voltage ratings apply to the
terminals in their intended application.
When different products are mounted
adjacent to each other, the proper
isolation distances must be adhered to.
For this purpose, Wieland offers a large
selection of appopriate accessories.

If the ground blocks of the WKF series
are not used in block assemblies but are
mounted to the rail as single terminal
blocks, end clamps have to be used.

A detailed description of technical data,
the standards requirements, and the
application conditions can be found in
catalog section facts & DATA.
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Duo feed-through blocks with

pluggable connection

fasis

EN 60 947-7-1/DIN VDE 0611 T1

UL ratings
CSA ratings
Width Wire strip length
Approvals
Duo feed-through block Color: gray
Color: blue

Duo ground block Color: green/yellow

Double-tier block Color: gray
Accessories

1. Mounting rail 35, 7.5 mm high L=2m

Mounting rail 35, 15 mm high L=2m

2.End clamp TS 35, with screw 8 mm wide

End clamp TS 35, screwless 8 mm wide

3. End plate Color: gray

Color: blue

4. Partition plate Color: gray

Color: blue

5. Cross connector 2pole

insulated (jumper bar) 3pole

4pole

Bpole

6pole

7pole

8pole

9pole

10pole

6. Wire entry guide 0.13-0.2 mm?

0.25-0.5 mm?

0.75- 1.0 mm?

7. Cover with warning symbol over 4 blocks
Cover with warning symbol over 4 poles
8. Screwdriver, uninsulated
9. Coding strip
10. Test plug with sping connection
End plate / spacer
Blank module for staggered testing
Marking accessories see page 48/49 and page 90/91
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SIS

WKF 2.5 D2/8113/35

fine stranded  solid
0.13-25mm? 0.13 -4 mm? 250 V/4 kV/3
300V
300V

No. 22-12 AWG
No. 24-12 AWG
5 mm

Type
WKF 2,5 D2/8113/35

WKF 2,5 D2/8113/35 BLAU

35x27x7,5 EN 60715
35x24x15 EN 60715
9708/2 S35

WEF 1/35

APF 2,5/D2/8113
APF 2,5/D2/8113

IVB WKF 2,52
IVB WKF 2,53
VB WKF 2,5 -4
VB WKF 2,5 -5
IVB WKF 2,56
IVB WKF 2,57
IVB WKF 2,58
IVB WKF 2,5-9
IVB WKF 2,510
LEL 2,5/1 WEISS
LEL 2,5/2 GRAU
LEL 2,5/3 SCHWARZ
ADF 2,5/4 GELB
AD 8113/4 GELB
DIN 5264 B 0,6x3,5

PSWKC/F
ZP/APPS

\Y

Part no. Std. pack.
56.703.2053.0 100
56.703.2053.6 100

98.300.0000.0 1
98.360.0000.0 1
75.5622.8553.0 100
75.523.9353.0 100
07.312.4153.0 10
07.312.4163.6 10

77.280.6227.0 10
77.280.6327.0 10
77.280.6427.0 10
77.280.6527.0 10
77.280.6627.0 10
77.280.6727.0 20
77.280.6827.0 20
77.280.6927.0 20
77.280.7027.0 20
05.561.6553.0 100
05.561.6653.0 100
05.561.6753.0 100
04.343.6053.8 10
04.343.6853.8 10
06.502.4000.0 5
05.561.0053.0 100
71.299.9753.0

07.312.6053.0

01.299.9753.0

i

WKF 2.5 D2/8113 SL/35

fine stranded solid
0.13-25mm?2 0.13 -4 mm? 250 V/4 kV/3

No. 22-12 AWG
No. 24-12 AWG
5 mm

Type

WKF 2,5 D2/8113 SL/35

35x27x7,5 EN 60715
35x24x15 EN 60715
9708/2 S35

WEF 1/35

APF 2,5/D2/8113

LEL 2,5/1 WEISS
LEL 2,5/2 GRAU

LEL 2,5/3 SCHWARZ
ADF 2,5/4 GELB

AD 8113/4 GELB
DIN 5264 B0,6x3,5

PSWKC/F
ZP/APPS

\Y

300V
300V

Part no. Std. pack.

56.703.9253.0

98.300.0000.0
98.360.0000.0
75.522.8553.0
75.523.9353.0
07.312.4153.0

05.561.6553.0
05.561.6653.0
05.561.6753.0
04.343.6053.8
04.343.6853.8
06.502.4000.0
05.561.0053.0
71.299.9753.0
07.312.6053.0
01.299.9753.0

Please see note on page 17!

100

100
100
10

100
100
100
10
10

100




Pluggable connector
Spring clamp system
5 mm spacing 2.5 mm?

WKF 1.5 E/8113/35

Type 8113 BFK

Rated voltages: VDE 0110/01.89

fine stranded  solid V A 250 V/4 kV/3 - Overvoltage category |l fine stranded  solid V A
0.13-1.5mm? 0.13-25mm? 250 V/4 kV/3 16 400 V/4 kV/2 — Overvoltage category |l 0.13-2.5mm? 0.13 -4 mm? 12
No. 22-14 300V 15 1000 V/4 kV/1 — Overvoltage category | 22-12 AWG 300V 12
No. 24-14 CSA No. 22-12 AWG 300V 12A 22-12 AWG 300V 12
5mm gmm Rated current: 12 A 5mm 9 mm
A
Type Part no. Std. pack. Std. pack. G T Pole | Part no. Part no.
5 mm pitch unmarked marked
100 10.00 5.00 2 | 25.820.3253.0 25.820.0253.0
WKEF 1,5 E/8113/35 56.702.2053.0 100 100 15.00 10.00 3 | 25.820.3353.0 25.820.0353.0
50 20.00 15.00 4 | 25.820.3453.0 25.820.0453.0
50 25.00 20.00 5 | 25.820.3553.0 25.820.0553.0
35x27x75EN 60715 98.300.0000.0 1 50 30.00 25.00 6 | 25.820.3653.0 25.820.0653.0
35x24x15 EN 60715 98.360.0000.0 1 50 35.00 30.00 7 | 25.820.3753.0 25.820.0753.0
9708/2 S35 75.522.8553.0 100 50 40.00 35.00 8 | 25.820.3853.0 25.820.0853.0
WEF 1/35 75.523.9353.0 100 50 45.00 40.00 9 | 25.820.3953.0 25.820.0953.0
APF 1,5/E/8113 07.312.4753.0 10 50 50.00 45.00 10 | 25.820.4053.0 25.820.1053.0
50 55.00 50.00 11 | 25.820.4153.0 25.820.1153.0
50 60.00 55.00 12 | 25.820.4253.0 25.820.1253.0
50 65.00 60.00 13 | 25.820.4353.0 25.820.1353.0
IVB WKF 2,5 -2 77.280.6227.0 10 50 70.00 65.00 14 | 25.820.4453.0 25.820.1453.0
IVBWKF25-3 Z77.280.6327.0 10 50 75.00 70.00 15 | 25.820.4553.0 25.820.1553.0
IVBWKF25-4 77.280.6427.0 10 50 80.00 75.00 16 | 25.820.4653.0 25.820.1653.0
IVB WKF25-5 77.280.6527.0 10 17- to 24-pole configurations upon request
IVB WKF2,5-6 77.280.6627.0 10
IVBWKF25-7 77.280.6727.0 20
IVBWKF25-8 77.280.6827.0 20
IVB WKF2,5-9 77.280.6927.0 20
IVB WKF 2,5-10 77.280.7027.0 20
LEL 1,5/1 WEISS 05.562.2453.0 100
LEL 1,5/2 GRAU 05.562.2553.0 100
LEL 1,5/3 SCHWARZ 05.562.2653.0 100
ADF 2,5/4 GELB 04.343.6053.8 10 DIN 5264 B 0,6x3,5 06.502.4000.0 5
AD 8113/4 GELB 04.343.6853.8 10 05.561.9153.0 100
DIN 5264 B 0,6x3,5 06.502.4000.0 5
05.561.0053.0 100
PSWKC/F 71.299.9753.0
ZP/APPS 07.312.6053.0
01.299.9753.0

37



Disconnect blocks

with spring clamp connection, type WKF

fasis

Fuse plug:

250 V ~ to VDE 0820 T2/IEC 257

— 6.3 A for single blocks
— 4 A for neighbouring blocks

Nominal voltage:
Nominal current:

Max. power loss of the fuse insert: 1.6 W

Indicator (24 V): LED color red

current consumption: 10.3 mA
LED color red

current consumption: 0.3 mA

Indicator (110 -220V):

¥ The current load is determined by the fuse. The voltage range is
determined by the built-in LED.

** The current load is determined by the component installed
**%) For use with 5 x 20 mm fuses

Periodic peak voltage 1000 V
Direction Anode
of the diode: Cathode

Cathode”
Anode?

EN 60 947-7-1, EN 60 127-6

UL ratings
CSA ratings
Width Wire strip length
Approvals
Disconnect block Color: gray
Fuse holder for fuse 5 x 20 Color: gray
Fuse holder with indicator (24 V) Color: gray
Fuse holder with indicator (110 - 220 V) Color: gray
Diode plug — empty Jnax = 10 A Color: gray
Diode plug — diode Jpax = TA Color: gray
Diode plug - diode Jax = TA Color: gray
Diode plug with jumper Jax = T0 A Color: gray
Accessories
1. Mounting rail 35, 7.5 mm high L=2m
Mounting rail 35, 15 mm high L=2m
Mounting rail 35, 15 mm high L=2m
2. End clamp TS 35, with screw 8 mm wide
End clamp TS 35, screwless 8 mm wide
3. End plate Color: gray
4. Partition plate
5. Cross connector 2pole
insulated (jumper bar) 3pole
4pole
Bpole
6pole
7pole
8pole
9pole
10pole
6. Wire entry guide 0.13-0.2 mm?
0.25 - 0.5 mm?
0.75-1.0 mm?
7. Cover with warning symbol over 4 blocks
8. Screwdriver, uninsulated
Marking accessories see page 48/49 and page 90/91
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69,5

WKEF 4 TKG/35 with fuse holder

fine stranded solid Vv A
0.13-4mm? 0.13-6 mm?2 800 V/8 kV/3* *
No. 22-10 AWG 600V 10%***)
No. 22-10 AWG 300V 6.3*%*%)
6 mm 11 mm
N e

Type Part no. Std. pack.

WKF 4 TKG/35 56.704.4053.0 100

SiST 71.299.4055.0

SiSTLED 71.299.4155.0 10

SiSTGL 71.299.4255.0

35x27x7,5 EN 60715
35x24x15 EN 60715
35x27x15

9708/2 S35

WEF 1/35

APF 4 TK

IVB WKF 4-2

IVB WKF 4-3

|VB WKF 4-4

|VB WKF 4-5

IVB WKF 4-6

|VB WKF 4-7

|VB WKF 4-8

|VB WKF 4-9

IVB WKF 4-10

LEL 4/1 WEISS
LEL 4/2 GRAU

LEL 4/3 SCHWARZ
ADF 4/4 GELB

DIN 5264 B 0,6x3,5

98.300.0000.0 1
98.360.0000.0 1
98.370.0000.0 1
75.5622.8553.0 100
75.5623.9353.0 100
07.312.2853.0 10

77.261.1227.0 10
77.261.1327.0 10
77.261.1427.0 10
77.261.1527.0 10
77.261.1627.0 10
77.261.1727.0 20
77.261.1827.0 20
77.261.1927.0 20
77.261.2027.0 20
05.561.8553.0 100
05.561.8653.0 100
05.561.8753.0 100
04.343.6153.8 10
06.502.4000.0 5

69,5

19

423

49,8

WKF 4 TKG/35 with diode plug

fine stranded solid V A
0.13-4mm? 0.13-6mm? 800 V/8kV/3 **
No. 22-10 AWG 600V 10%*%)
No. 22-10 AWG 600V 10%%)
6 mm 11T mm
e

Type Part no. Std. pack.

WKEF 4 TKG/35 56.704.4053.0 100

DIST ... 71.299.3055.0

DIST-1 N 4007-1" 71.299.3155.0

DIST-1 N 4007-22 71.299.3355.0

DIST-D 71.299.3255.0

35x27x75EN 60715 98.300.0000.0 1

35x 24 x 15 EN 60715 98.360.0000.0 1
35x27x15 98.370.0000.0 1

9708/2 S35 75.522.8553.0 100

WEF 1/35 75.523.9353.0 100

APF 4 TK 07.312.2853.0 10

IVB WKF 4-2 77.261.1227.0 10

IVB WKF 4-3 77.261.1327.0 10

IVB WKF 4-4 77.261.1427.0 10

VB WKF 4-5 77.261.1527.0 10

IVB WKF 4-6 77.261.1627.0 10

IVB WKF 4-7 77.261.1727.0 20

IVB WKF 4-8 77.261.1827.0 20

IVB WKF 4-9 77.261.1927.0 20

IVB WKF 4-10 77.261.2027.0 20

LEL 4/1 WEISS 05.561.8553.0 100

LEL 4/2 GRAU 05.561.8653.0 100

LEL 4/3 SCHWARZ 05.561.8753.0 100

ADF 4/4 GELB 04.343.6153.8 10

DIN 5264 B 0,6 x 3,5 06.502.4000.0 5




Knife edge disconnect block
with spring clamp connection, type WKF

The disconnecting knife in these WKF
versions swing in and out on a pivot point.
The distinctive color of the disconnecting
lever signals the open state. The
terminals can be connected with the lever

open or closed.

EN 60 947-7-1/DIN VDE 0611 T1
UL ratings

CSA ratings

Width

Approvals

Wire strip length

Knife edge disconnect block Color: gray
Accessories

1. Mounting rail 35, 7.5 mm high L=2m

Mounting rail 35, 15 mm high L=2m

Mounting rail 35, 15 mm high L=2m

2. Endclamp TS 35 8 mm wide

End clamp TS 35, screwless 8 mm wide

3. End plate Color: gray
4. Partition plate

5. Cross connector 2pole

insulated (jumper bar) 3pole

4pole

Bpole

6pole

7pole

8pole

9pole

10pole

6. Wire entry guide 0.13-0.2 mm?

0.25-0.5 mm?

0.75-1.0 mm?

7. Cover with warning symbol over 4 blocks

8. Screwdriver, uninsulated

WKF 4 TKM/35

fine stranded  solid

No. 22-10 AWG
No. 22-10 AWG
6 mm

e

Type

WKF 4 TKM/35

35x27x7,5 EN 60715
35x24x15 EN 60715
35x27x15

9708/2 S35

WEF 1/35

APF 4 TKM

IVB WKF 4-2

IVB WKF 4-3

|VB WKF 4-4

|VB WKF 4-5

IVB WKF 4-6

|VB WKF 4-7

|VB WKF 4-8

|VB WKF 4-9

IVB WKF 4-10

LEL 4/1 WEISS
LEL 4/2 GRAU

LEL 4/3 SCHWARZ
ADF 4/4 GELB

DIN 5264 B 0,6x3,5

Part no.

600 V
600V

56.704.2053.0

98.300.0000.0
98.360.0000.0
98.370.0000.0
75.5622.8553.0
75.5623.9353.0
07.312.4353.0

77.261.1227.0
77.261.1327.0
77.261.1427.0
77.261.1527.0
77.261.1627.0
77.261.1727.0
77.261.1827.0
77.261.1927.0
77.261.2027.0
05.561.8553.0
05.561.8653.0
05.561.8753.0
04.343.6153.8
06.502.4000.0

\
0.13-4mm? 0.13-6 mm? 800 V/8 kV/3

Std. pack.

100

100
100
10

10
10
10
10
10
20
20
20
20
100
100
100
10
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Mini spring terminals,
type WKMF

fasis \VINI

EN 60 947-7-1
UL ratings field/factory wiring
CSA ratings
Width Wire strip length
Approvals
Feed-through terminal Color: gray
Feed-through terminal Color: blue

Ground terminal Color: green/yellow
Accessories

L=2m
7.5 mm wide

1. Mounting rail 15, 5.5 mm high
2. Endclamp TS 15, metal

End clamp TS 15, polyamide 7.5 mm wide

3. End plate 1.5 mm wide Color: gray
1.5 mm wide Color: blue
1.5 mm wide Color: green
4. Partition plate 1.5 mm wide Color: gray
1.5 mm wide Color: blue
5. Cross connector  2pole IVB WKMF 2,5 -2
insulated (jumper bar) 3pole
4pole
5pole
6pole
7pole
8pole
9pole
10pole
50pole
6. Wire entry guide 0.13-0.2 mm?
0.25 - 0.5 mm?
0.75 - 1.0 mm?

7. Cover with warning symbol for 4 terminals
8. Screwdriver, uninsulated
Screwdriver, uninsulated, MINI

Marking accessories see page 48/49 and page 90/91
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an
(a)
m
WKMF 2.5/15
fine stranded solid Vv A
0.13-25mm? 0.13-25mm? 500 V/6kV/3 24
No. 26-12 AWG 600V 20
No. 26-12 AWG 300V 20
5mm 10 mm
QA @ pending
Type Part no. Std. pack.
WKMF 2,5/15 55.703.0053.0
WKMF 2,5/15 55.703.0053.6

9021/15x5,5EN 60715 98.090.0015.0 10

9222 75.5622.5010.0 100
9208 S 15 75.5622.7553.0 100
APMF 2,5 /15 07.312.5953.0

77.260.0229.0

IVB WKMF 2.5 -3 77.260.0329.0
IVB WKMF 2.5 - 4 77.260.0429.0
IVB WKMF 2.5 -5 77.260.0529.0
VB WKMF 2.5 -6 77.260.0629.0
IVB WKMF 2.5 -7 77.260.0729.0
IVB WKMF 2.5 -8 77.260.0829.0
IVB WKMF 2.5-9 77.260.0929.0
VB WKMF 2.5-10 77.260.1029.0
IVB WKMF 2.5-10 77.260.0029.0

DIN 5264 B 0,6x3,5
DIN 5264 B 0,6x3,5 M

06.502.4000.0
06.502.5000.0 10

35

WKMF 2.5 SL/15

fine stranded solid

0.13-25mm? 0.13-

No. 26-12 AWG
No. 26-12 AWG
5 mm

QA @ pending
Type

WKMF 2,5 SL/15

9021/15x5,5 EN 60715
9222

9208 S 15

APMF 2,5 /15

DIN 5264 B 0,6x3,5
DIN 5264 B 0,6x3,5 M

V
25mm? 500 V/6kV/3
600V
300V
Part no. Std. pack.

55.703.9053.0

98.090.0015.0 10
75.5622.5010.0 100
75.5622.76563.0 100
07.312.5953.0

06.502.4000.0 5
06.502.5000.0 10
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Sensor and actuator blocks
with spring clamp connection, type WKF 1.5 KO...

fasis

42

System advantages

O Built in Bus System on the base module
for power distribution (+, —, shield)

0 Separate terminal for power input

0 35 mm DIN rail or panel mount

O Individual blocks can be replaced
without interrupting power to the other
sensor and actuator blocks

0 Clear wiring with TOP connection, even
in narrow spaces

0 Compact design

0 Sensor/Actuator terminals available with
yellow LED for switch status indication

0 Power input terminals available with
green LED for "Power On” indication

Application advantages

— Shapping a sensor or actuator terminal
into the base module automatically
establishes direct contact to the bus
bar

— No external jumper bars required

— The configuration of the base module
matches standard I/O cards of PLC's
with 8 or 16 1/0

— Modifications and expansions can be
easily and quickly done

— Safe and easy connection of sensors
and actuators

R 8 sensors or actuators can be terminated
ina4b5x 65 mm (1.75" x 2.5") area

O Sensor block WKF 1.5 KOI 3L... for the
connection of proximity switches

0 Actuator block WKF 1,5 KOA 2L... for
the connection of actuators such as
solenoid valves

— Easy maintenance and remote trouble-
shooting of the electrical system



Cross connection (Jumpering)

[0 Potential commoning is achieved by
shapping the blocks on to the base
module

O Dead front safety covers for unused
termination points

Wire entry guides

0 Recommended for wires smaller than
18 AWG

Prevent the wires from being inserted
beyond the optimal clamping point for
safe and secure connections

Marking facilities
O Single marking tag in 5-mm spacing

0 Marking strips (10 single marking tags)
to the snap on to the terminal blocks

O Tear-off marking strips for 3-digit
marking facilities per block

0 Custom marking upon request

DQS certificates for all products

0 Quality standard as per DIN ISO 9001
in Development, Production, Assembly

0 Continued control of the quality standard
by means of regular internal and external
quality audits

O Compatible with certificates of other
countries:
— BSI Certificate, Great Britain
— SQS Certificate, Switzerland
— Aib-Vincotte Certificate, Belgium
— 0QS Certificate, Austria

Material

0 Metal parts

Special alloys and surface treatments
provide low contact resistance and
high corrosion resistance

Clamping spring: stainless CrNi steel
Current Carrying bar: tin-plated copper

0 Insulating_material

Polyamide has excellent electrical,
chemical and mechanical
characteristics

Insulating housing: Polyamide 66/6
Tracking resistance:  CTI 600
Flammability class: UL 94 V-2

(see also section facts & DATA)

Our wieplan software helps to plan your
DIN rail terminal block assemblies
(see page 10/11).

Note

The information regarding cross-
sectional areas and connection types
pertains to wires without ferrules.
Ferrules are not neccessary for secure
connection.

The voltage ratings apply to the
terminals in their intended application.
When different products are mounted
adjacent to each other, the proper
isolation distances must be adhered to.
For this purpose, Wieland offers a large
selection of appopriate accessories.

A detailed description of technical data,
the standards requirements, and the
application conditions can be found in
catalog section facts & DATA.

43




Sensor and actuator blocks

with spring clamp connection,type WKF 1.5 KO...

fasis

EN 60 947-7-1/DIN VDE 0611 T1
UL ratings

CSA ratings

Width

Approvals

Sensor block

Sensor block with LED (PNP)
Sensor block

Sensor block with LED (PNP)
Supply block

Supply block with LED

Actuator block

Actuator block with LED
Connection module for 9 blocks
Connection module for 18 blocks

Accessories

1. Mounting rail 35, 7.5 mm high
Mounting rail 35, 15 mm high

2. Endclamp TS 35, with screw
End clamp TS 35, screwless

3. End plate

4. Partition plate

5. Cross connector

insulated (jumper bar)

6. Wire entry guide

7. Cover for connection module
8. Screwdriver, uninsulated

field/factory wiring

Wire strip length

37.702.7553.0 S ; - sgw | 37.702.8553.0

* 65 V/1.5 kV/3 *DC 24V
same as picture,
but with LED

WKEF 1.5 KOI 3L/SL...

fine stranded solid V

0.13-1.5mm? 0.13 - 1.5 mm?

No. 28-16 AWG
10A
5 mm

SL + — Signal

¥

Color: gray
Color: gray
Color: gray
Color: black
Color: black
Color: gray
Color: gray
Color: gray
Color: black
Color: black

L=2m
L=2m
8 mm wide
8 mm wide

2pole

3pole

4pole

Bpole

6pole

7pole

8pole

9pole

10pole
0.13-0.2 mm?
0.25 - 0.5 mm?
0.75- 1.0 mm?

Marking accessories see page 48/49 and page 90/91
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37.702.7453.0 + - Signal 37.702.8453.0 [, _ signa
*65V/1.6kV/3 I *DC24V

same as picture,|

but with LED 4
WKF 1.5 KOI 3L...
fine stranded  solid V
0.13-15mm? 0.13 - 1.5 mm? * 10
No. 28-16 AWG 65V
10A
5mm 10 mm
Type Part no. Std. pack.
WKF 1,5 KOI 3L 37.702.7453.0 50

WKF 1,5 KOI' 3L-PGE

37.702.8453.0 50

35x27x7,5 EN 60715 98.300.0000.0 1
35x24x15 EN 60715 98.360.0000.0 1
9708/2 S35 75.5622.8553.0 100
WEF 1/35 75.5623.9353.0 100

LEL 1,5/1 WEISS
LEL 1,5/2 GRAU
LEL 1,5/3 SCHWARZ

DIN 5264 B 0,6x3,5

05.5662.2453.0 100
05.562.2553.0 100
05.562.2653.0 100

06.502.4000.0 5

Type

WKF 1,5 KOI'3L/SL

WKF 1,5 KOI 3L/SL-PGE

35x27x7,5 EN 60715
35x24x15 EN 60715
9708/2 S35

WEF 1/35

LEL 1,5/1 WEISS
LEL 1,5/2 GRAU
LEL 1,5/3 SCHWARZ

DIN 5264 B 0,6x3,5

Part no. Std. pack.

37.702.76563.0 50
37.702.8653.0 50

98.300.0000.0 1
98.360.0000.0 1
75.5622.856563.0 100
75.5623.9353.0 100

05.562.2453.0
05.562.2553.0
05.562.2653.0

100
100
100

06.502.4000.0 5

65V

10 mm




37.702.7753.0
*65V/1.6kV/3

37.702.8753.0
*DC24V
same as picture,
but with LED

SL o+ -

WKF 1.5 KOE...

fine stranded

solid

0.13-15mm? 0.13 - 1.5 mm? *

No. 28-16 AWG
10A
5 mm

Type

WKF 1,5 KOE
WKF 1,5 KOE-PGN

35x27x7,5 EN 60715
35x24x15 EN 60715
9708/2 S35

WEF 1/35

LEL 1,5/1 WEISS
LEL 1,5/2 GRAU
LEL 1,5/3 SCHWARZ

DIN 5264 B0,6x3,5

Part no. Std. pack.

37.702.7753.0 50
37.702.8753.0 50

98.300.0000.0 1
98.360.0000.0 1
75.5622.85563.0 100
75.5623.93563.0 100

05.562.2453.0
05.562.2553.0
05.562.2653.0

100
100
100

06.502.4000.0 5

65V

10 mm

48,5

37.702.7653.0
* 65 V/1.5 kV/3 I

SL — Signal

37.702.8653.0
*DC24V
same as picture,
but with LED

SL — Signal

WKF 1.5 KOA 2L...

fine stranded

solid

0.13-15mm? 0.13 - 1.5 mm? *

No. 28-16 AWG
10A
5 mm

Type

WKF 1,5 KOA 2L
WKF 1,5 KOA 2L/SL-PGE

35x27x7,5 EN 60715
35x24x15 EN 60715
9708/2 S35

WEF 1/35

LEL 1,5/1 WEISS
LEL 1,5/2 GRAU
LEL 1,5/3 SCHWARZ

DIN 5264 B 0,6x3,5

Part no. Std. pack.

37.702.7653.0 50

37.702.8653.0 50

98.300.0000.0 1
98.360.0000.0 1
75.5622.8553.0 100
75.5623.93563.0 100

05.562.2453.0
05.562.2553.0
05.562.2653.0

100
100
100

06.502.4000.0 5

65V

10 mm

VM WKEF...

9pole module
18pole module

|\

Type

VM WKF KO..9
VM WKF K0..18

35x27x7,5 EN 60715
35x24x15 EN 60715
9708/2 S35

WEF 1/35

L= 9x5mm+
L=18x5mm +

Part no.

69.700.0953.0
69.700.1853.0

98.300.0000.0
98.360.0000.0
75.5622.8553.0
75.5623.9353.0

AD VM-1,5/8 SCHWARZ ~ 04.343.8053.0

\Y A

* 10
65V 10A

1.5 mm
1.5 mm

Std. pack.

100
100

10
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Accessories for DIN rail terminal blocks
with spring clamp connection, type WKF

fasis

| 35
.2 ;
1
Mounting Rail 35 x 7.5 Mounting Rail 35 x 15
to standard DIN EN 60715 to standard DIN EN 60715
Type Part no.  Std. pack. Type Part no.  Std. pack.
Mounting Rail
1. Steel zinc plated, dichromate solid L=2m 35x27x7,5EN60715 98.300.0000.0 1 35x 27 x 15 EN 60715 98.370.0000.0 1
Steel zinc plated, dichromate slotted L=2m 35x27x7,5EN60715 98.300.1000.0 1 35x 27 x 15 EN 60715 98.370.1000.0 1
2. Steel, unplated solid L=2m | 35x27x75ENG0715 98.300.0010.0
Steel, unplated slotted L=2m
3. Steel, zinc plated solid L=2m
Steel, zinc plated slotted L=2m
4. Copper solid L=2m
Copper slotted L=2m
5. Aluminum solid L=2m | 35x27x75ENG60715 98.750.0000.0
Aluminum slotted L=2m 35x27x7,5ENB0715 98.800.1000.0
6. Stainless steel solid L=2m | 35x27x75ENG0715 98.330.0000.0
End clamp

7. End clamp with screw for 36 mmrail 8 mm wide

8. End clamp with screw for 35 mm rail

with marking plate 8/17.5 mm wide
9. End clamp, screwless, for 35 mmrail 8 mm wide
10. End clamp, screwless, for 35 mm rail
with marking plate 8/17.5 mm wide
for terminal rails
11. Bus bar holder 8 mm wide
Busbar support, with screw 8 mm

12. Clamping screw for mounting rail

13. Optional label carrier

14. Paper Markers in perforated sheet form
(1 sheet = 100 Marking tags)
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15

8
S

Mounting Rail 35 x 15
to standard DIN EN 60715

Type Partno.  Std. pack.

35x27 x 16 EN 60715 98.360.0000.0 1

35x27x 15 EN 60716 ZN  98.360.0004.0 1

35x27x 156 EN607156 CU  98.380.0000.0 10

End clamp for TS 35
with screw connection

Type Part no.
9708/2 S 35 75.522.8553.0
9708/2 BS/35 69.920.0553.0

04.019.0289.0

Std. pack.

100
100

10

End clamp for TS 35
screwless connection
Type

WEF 1/35
WEF 1 BS/35

WKIF SH/E/35

BSIR

Part no.

75.523.9353.0
69.920.1053.0

71.108.8453.0
69.920.1153.0
05.091.0200.0
74.243.8453.0
04.019.0289.0

Std. pack.

100
100
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Marking accessories for
DIN rail terminal blocks

asis

[ QB ENENET T AR |

T

wiemarc
Type Part no. Std. pack
wiemarc CD 95.502.0501.0

Discription

wiemarc is a Windows® based plotter software
(Windows 95/98/ME/NT/XP) that is able to drive the
following plotter systems:

- wieplot MUT (Mutoh system)
— Roland system
for custom printing on standard Wieland marking tags.

wiemarc makes preparing data for custom printing
easier and faster than ever.

Intuitive handling allows printing of marking tag cards in
single, multipole and series marking jobs.

Import of marking data from Excel files, text files and
CAD/CAE programs is possible.

wiemarc data file management is user-friendly as
printing data can be stored and found very easily in the
file library.

wiemarc knows several special characters for
electrical marking.

wiemarc is able to mark tags with upward or
downward series, series steps can be chosen as well
as leading or following characters. Multipole line
printing is possible depending on tag size, number of
digits and type size. Automatic adaptation of type size
according to tag size and number of digits.

Requirements:

Pentium Il PC or compatible, min. 200 MHz or higher,
64 MByte RAM, CD-ROM Drive, VGA Grafic Adaptor
and Monitor

wiemarc supports Windows 95€, Windows 98,
Windows 2000®, Windows NT®, Windows ME® and
Windows XP® Professional.
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wieplot vuT

Description

wieplot MUT is a plotter system that uses wiemarc
to interface with a PC, allowing custom printing on
standard Wieland marking tags. These standard
marking tags provide circuit identification for Wieland
DIN rail mount terminal blocks, rectangular multipole
connectors and WEB/WEG electronic housings.

Resolution: 0.025 mm

Accuracy: +/- 0.1 mm

Power supply: 50/60 Hz, 180 — 264V,
90- 132V

Automatic switch over from
110V to 230V

Power rating: About 0.3 A for 220 V

Approvals: UL-UL478 (REV .4)

CSA-22.2 No. 220 and

VDE EN 60 950
Interference: FCC Class B

FCC Part 15 and VDE Class B
Dimensions: 620 mm x 425 mm x 106.5 mm
Weight: 6.4 kg
Interfaces: RS-232 C and parallel

(Centronics)

Type Part no. Std. pack
wieplot MUT 95.502.0601.0

Standard template 95.502.0621.0

for all Wieland tags




Accessories

Accessory kit consists of plotter pen 0.25 mm,
Ink-cartridge, permanent plotter pen 0.3 mm and
cleaning set.

Accessory kit (pen basic equipment)

Plotter pens for ROLAND and wieplot MuT
systems:

Plotter pen 0.18 mm

Plotter pen 0.25 mm

Plotter pen 0.35 mm

Plotter pen 0.50 mm

Plotter pen 0.70 mm

Plotter pen 1.00 mm

Permanent Plotter pen
0.30 mm black
0.70 mm black

Permanent Plotter pen set

consisting of black, red, blue, green pen.
set 0.30 mm

set 0.70 mm

Hand pens

Hand pen 0.25 mm

Hand pen 0.35 mm

Hand pen 0.50 mm

Hand pen 0.70 mm

Ink cartridge P1.05 x 1 ml
Cleaning set

Pen cleaner

wiemarc-Templates for Wieland cards:

for updating existing plotter systems to wiemarc
for marcom 2000 and Phoenix CMS-System

for Weidmueller M-Print (Mutoh IP 220)

for murrplastic ACS (Roland DXY1150A) set high
for Wago System and murrplastic ACS set low

Type

Part no. Std. pack

96.502.0602.0

96.5602.0118.0
95.5602.0125.0
95.502.0135.0
95.502.0150.0
96.5602.0170.0
95.5602.0100.0

95.502.0230.0
95.5602.0270.0

95.5602.0234.0
95.5602.0274.0

95.5602.0425.0
95.502.0435.0
95.502.0450.0
96.502.0470.0
96.5602.0199.0
95.5602.0198.0
95.502.0197.0

95.502.0621.0
96.502.0622.0
96.5602.0623.0
95.502.0624.0

4561436, [R1] 4 mwmial k3543
6438671 5 02| L ¥AlS x4las?|
+ wzale X534z
4 | napas werse
1 luwspas x7098
4 =mspay xag£3a )

dassgupsnegen

Type Part no. Std. pack
Marker Cards:

110 tags per card

9075 A/5/10/11 74.242.5053.0
60 tags per card

9705 AL/5/10/6 74.242.5153.0
110 tags per card

9705 A/6/10/11 74.242.6053.0
60 tags per card

9705 AL/6/10/6 74.242.6153.0
84 tags per card

9705 A/6.7/12/1 74.242.6753.0%
36 tags per card

9705 AL/6.7/12/7 74.242.6853.0%
*must use multi-card template

9705 A/8/10/7 74.242.8053.0%

9075A/ |9075AL/| 9075A/ | 9075AL/| 9075A/ | 9075AL/, 9075A/
5/10/11| 5/10/6 6/10/11 6/10/6 6.7/12/7 6.7/12/7 8/10/7

fasis

WKF 2.5 ... X X

WKF 4 ... X X

WKF 6 ... X X* X

WKF 10 ... X* X*

WKF 16 ... X* X*

WKMF 2.5 ... X X

taris

WKC 1 ... X X

WKC 25 ... X X

selos

WK 25 ... X X

WK 4 .. X X

WK6 ... X+ X+ X

WKN 10 ... X* X*

WKN 16 ... X* X*

WKN 35 X+ X+ X*

WKN 70 ... X+ X+

WKM 25 ... X X

WKM 4 ...

9220 A/6

9700 A/5 X X

9700 A/6 X X

9700 A/8 X+ X+ X

9700 A/10 X* X*

9700 A/12 X* X*

9700 A/16 X+ X+

* 2 strips needed for 10 terminals

+ markers must be mounted individually

Note: the AL-markers are 69% longer that the A-markers

AL/B.7 is twice as long to allow more printing area

X X
X X
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Terminal Blocks
for Electrical Installations, Type WKI



Terminal blocks with spring connection
for junction boxes

fasis BIT

Terminal blocks for electrical installations
2.5 mm?2

(12 AWG)

Standard terminal blocks

TTITTTTTTT YW

e j——
-

4 mm?2 10 mm?2 16 mm?
A (10 AWG) (6 AWG) (4 AWG)
3 2 [
Feed-through S oW auad (P = | “" ]
blocks ?@,% (\‘ 1’ ‘: M | ‘:!\:;'3'
a iyt a L’ \ m‘f - -y

L
L
b
E
L
L

Neutral
disconnect
blocks

Ground
blocks
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Terminal blocks with screw connection
for junction boxes

selos BIT

Terminal blocks for electrical installations
4 mm?

(10 AWG)

NTN-D-SL TKG-D-SL

4 mm?2 10 mm?2 16 mm? 35 mm?
(10 AWG) (6 AWG) (4 AWG) (2 AWG)

Feed-through

4 A
blocks

i) ol Y

Neutral
terminal
blocks

Ground
blocks

Standard terminal blocks

PEN assembly blocks

10 mm?2 16 mm?2 35 mm?
(6 AWG) (4 AWG) (2 AWG)
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fasis BIT

Terminal blocks for electrical installations
with spring connection, type WKIF
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Item Description

1

2
3
4

10
11

12
13
14
15
16
17
18
19
20

Installation blocks
Installation blocks
Installation blocks

Installation blocks

Ground block
Feed through block
Feed through block

Connector clamp

End clamp

Busbar 10x 3

Mounting rail

Busbar support

Cover with warning symbol
Cross connector, insulated
Cross connector, insulated
Cross connector, insulated
Cover with warning symbol
Wire entry guide

Marking strips *

Marking strips *

*Custom marking upon request

Type

WKIF 2.5 N-D-SL

WKIF 2.5 NT-D-SL

WKIF 2.5 D-D-SL
WKIF 2.5 D-D

WKEF 10 SL/35
WKF 10/35 BLAU
WKF 10/35

WAK 16/2 BLAU
9708/2 S35

9813 M Sn
35x27x7.5

WKIF/SH/35
ADF 2.5/4 GELB
IVB WKF 2.5-3
IVB WKF 2.5-10
IVB WKF 10-2
ADF 10/4 GELB

LEL 2.5/3 SCHWARZ

9705 A/5/10 B
9705 A/5/10/5 B

Part number
56.703.9453.0
56.703.9553.0
56.703.9853.0
56.703.9753.0

56.710.9053.0
56.710.0053.6
56.710.0053.0

30.494.3021.6
75.522.8553.0

98.290.1000.0
98.300.0000.0

01.108.7653.0
04.343.6053.8
Z7.280.6327.0
77.280.7027.0
77.283.8227.0
04.343.6453.8
05.561.6753.0
04.842.5053.0
04.842.5553.0
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Terminal blocks for electrical installations
with spring connection, type WKIF

fasis BIT

WKIF provides ...

O Very convenient operation due to screw-
less spring connection

0 Small package in a three-tier design

0 Screwless neutral conductor disconnect

Alternating
Current

ground N L1 L2 L3

WKIF 2,5 NT-D-SL "

N-Busbar

WKIF 2,5 NT-D-SL e

Three-phase
current

e |

—O

—o

TS 35

0 Connection slot on the terminal block for
the neutral busbar.

Application advantages

— The TOP connection technique enables
easy and safe wiring according to
EN 60947-7-1 even in narrow spaces
which are difficult to access

— High density as the installation blocks
are only 5mm wide

— Suited for small junction boxes with
cover according to
DIN 43871

— Maintenance-friendly design for after-
sales service and inspection

— Blue indicator shows the state of the
neutral circuit

— Fast and safe disconnection of the
neutral conductor with
WKIF 2.5 NT-D-SL

O fasis BIT is designed to meet the
wiring and installation requirements of
distribution systems in commercial and
institutional buildings (such as hospitals,
schools, shopping malls, theaters, office
buildings, airports) according to VDE
0100 (IEC 60364) and standard control
requirements.

O WKIF 2.5 NT-D-SL allows the required
circuit isolation test without
disconnecting the neutral conductor

O WKIF offers installation terminal blocks
in

5 versions:
WKIF 25D
WKIF 2.5 D-D
WKIF 2.5 D-D-SL
WKIF 2.5 N-D-SL

WKIF 2.5 NT-D-SL

O other applications include control wiring.
For example, analog signal (+, —, shield)
all in one terminal block.

— The terminal blocks for electrical
installations of the WKIF series in the
NT version can be combined with ...

...the terminal blocks of the WKI series
(screw connection style)

...the neutral disconnect blocks (ETK)
of the WKN series
(screw connection style)



Cross connection

O Jumpering with insulated cross connector
IVB WKF 2.5...

[0 No partition plates required between
adjacent cross connectors

O Cross connectors IVB WKF 2.5... are rated
for the same current as the terminal block

Wire entry guide

O Wire entry guides LEL are recommended
when connecting wires with cross
sections below 1 mm?or 18 AWG

0 Wire entry guides LEL prevent the wires
from being inserted beyond optimal
clamping position and therefore guarantee
safe connection

Marking facilities

O Marking facility is down the center so that
the marking tag is not covered by the
conductor

0 Tear-off marking strips for 3-digit marking
facilities per block

O Single marking tags in 5 mm spacing

0 Marking strips (10 individual marking tags)
to snap on to 10 terminal blocks

0 Custom marking upon request

Cover with warning symbol

0 Cover with warning symbol ADC to snap
on to blocks which remain live when the
main switch is disconnected (VDE 0113)

0 Can only be removed with a screwdriver

DQS certificates for all company divisions

0 Quality standard as per DIN ISO 9001
in development, production and assembly

O Continued control of the
quality standard by means of regular
internal and external quality audits

O Compatible with certificates of other
countries:

— BSI Certificate, Great Britain

— SQS Certificate, Switzerland

- Aib-Vincotte Certificate, Belgium

— OQS Certificate, Austria

Material

0 Metal parts

Special alloys enable
a low contact resistance and provide
a gas-tight contact area

Clamping spring: stainless CrNi steel

Current carrying bar: tin-plated copper

[0 Insulation material

Polyamide has excellent
electrical, chemical and
mechanical characteristics

Insulating housings: Polyamide 66/6
Tracking current resistance: CTI 600
Flammability class: UL 94-VO

(also see master catalog section
facts & DATA)

You can use our wieplan software to
configure your own terminal block
assemblies (see page 10/11).

Note:

The information regarding cross sectional
area and connection types pertains to
unprepared wires without ferrules.

The voltage ratings apply to the terminals
in their intended application. When
different products are mounted adjacent to
each other, the proper isolation distances
must be adhered to. For this purpose,
Wieland offers a large selection of
appropriate accessories.

A detailed description of technical

data, the standards’ requirements, and the
application conditions can be found in part
catalog section facts & DATA: “Technical
information”.
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Terminal blocks for electrical

installations, type WKIF

fasis BIT

EN 60947-7-1/DIN VDE 0611 T1

Upper tier equipped only!
D -line feedthrough, upper tier

WKIF 2.5 D

fine stranded  solid Vv A
0.13-25mm? 0.13-4 mm? 400 V/6 kV/3 24

D -line feedthrough
D - line feedthrough

WKIF 2.5 D-D

fine stranded solid \Y, A
0.13-25mm? 0.13 -4 mm? 400 V/6 kV/3 24

UL ratings field/factory wiring
CSA ratings

Width Wire strip length
Approvals

Installation block

Accessories

8. Connector clamp for busbar

10. Screwdriver, uninsulated

58

Color: gray

1.Mounting rail TS 35, DIN rail 7Z26mmhigh L=2m
Mounting rail TS 35, DIN rail 15mm high L=2m
2. End clamp for TS 35, with screw 8 mm wide
End clamp for TS 35, without screws 8 mm wide
3. End plate 1.5 mm wide
4. Cross connector, insulated jumper bar 2pole
3pole
4pole
Bpole
6pole
7pole
8pole
9pole
10pole*
5. Wire entry guide 0.13-0.2 mm?
0.25-0.5 mm?
0.75 - 1.0 mm?

6. Cover with warning symbol over 4 blocks
7. Busbar, E-Cu 10x 3 mm, tin-plated L=1m

16 mm? 8.5 mm wide

35 mm? 17 mm wide

9. Busbar support 2 mm wide
Busbar support, as end clamp 8 mm wide

Marking accessories see page 48/49 and page 90/91

uL

uL

No. 22-12 AWG 300V No. 22-12 AWG 300V 20
5 mm 11 mm 5 mm 11 mm
Type Part no. Std. pack Type Part no. Std. pack
WKIF2,5D 56.703.9653.0 50 WKIF2,5D-D 56.703.9753.0 50
35x 27 x7,5EN 60715 98.300.0000.0 1 35x27x7,5EN 60715 98.300.0000.0 1
35x24 x 15 EN 60715 98.360.0000.0 1 35x24 x 15 EN 60715 98.360.0000.0 1
9708/2 S35 75.522.8553.0 100 9708/2 S35 75.522.8553.0 100

WEF 1/35 75.523.9353.0 100 WEF 1/35 75.523.9353.0 100

APIF 2,5 07.311.8353.0 10 APIF2,5 07.311.8353.0 10

IVB WKF 2,5-2 77.280.6227.0 10 IVB WKF 2,5-2 77.280.6227.0 10

IVB WKF 2,5-3 77.280.6327.0 10 IVB WKF 2,5-3 77.280.6327.0 10

IVB WKF 2,5-4 77.280.6427.0 10 IVB WKF 2,5-4 77.280.6427.0 10

IVB WKF 2,5-5 77.280.6527.0 10 IVB WKF 2,5-5 77.280.6527.0 10

IVB WKF 2,5-6 77.280.6627.0 10 IVB WKF 2,5-6 77.280.6627.0 10

IVB WKF 2,5-7 77.280.6727.0 20 IVB WKF 2,5-7 77.280.6727.0 20

IVB WKF 2,5-8 77.280.6827.0 20 IVB WKF 2,5-8 77.280.6827.0 20

IVB WKF 2,5-9 77.280.6927.0 20 IVB WKF 2,5-9 77.280.6927.0 20

IVB WKF 2,5-10 77.280.7027.0 20 IVB WKF 2,5-10 77.280.7027.0 20

LEL 2,5/1 WEISS 05.561.6553.0 100 LEL 2,5/1 WEISS 05.561.6553.0 100

LEL 2,5/2 GRAU 05.561.6653.0 100 LEL 2,5/2 GRAU 05.561.6653.0 100

LEL 2,5/3 SCHWARZ 05.561.6753.0 100 LEL 2,5/3 SCHWARZ 05.561.6753.0 100

ADF 2,5/4 GELB 04.343.6053.8 10 ADF 2,5/4 GELB 04.343.6053.8 10

9813 M Sn 98.290.1000.0 1 9813 M Sn 98.290.1000.0 1

WAK 16/2 BLAU 30.494.3021.6 100 WAK 16/2 BLAU 30.494.3021.6 100

WAK 35/2 30.494.4121.0 50 WAK 35/2 30.494.4121.0 50
WKIF/SH/35 01.108.7653.0 10 WKIF/SH/35 01.108.7653.0 10

WKIF SH/E/35 71.108.8453.0 10 WKIF SH/E/35 71.108.8453.0 10

DIN 5264 B 0,6 x 3,5 06.502.4000.0 5 DIN 5264 B 0,6 x 3,5 06.502.4000.0 5

*Available up to 20 poles




D - line feedthrough
D - line feedthrough
SL - ground

WKIF 2.5 D-D-SL

fine stranded

solid

\ A

0.13-2.5mm? 0.13-4mm?2 400V/250V/4 kV/3 24

uL
No. 22-12 AWG
5 mm

Type
WKIF 2,5 D-D-SL

35x27 x7,5EN 60715

35x 24 x 15 EN 60715
9708/2 S35

WEF 1/35

APIF2,5

IVB WKF 2,5-2

IVB WKF 2,5-3

IVB WKF 2,5-4

IVB WKF 2,5-5

IVB WKF 2,5-6

IVB WKF 2,5-7

IVB WKF 2,5-8

IVB WKF 2,5-9

IVB WKF 2,5-10

LEL 2,5/1 WEISS
LEL 2,5/2 GRAU

LEL 2,5/3 SCHWARZ
ADF 2,5/4 GELB
9813 M Sn

WAK 16/2 BLAU
WAK 35/2
WKIF/SH/35

WKIF SH/E/35

DIN 5264 B 0,6 x 3,5

300V 20

Part no.
56.703.9853.0

98.300.0000.0
98.360.0000.0
75.522.85563.0
75.523.9353.0
07.311.8353.0
77.280.6227.0
77.280.6327.0
77.280.6427.0
77.280.6527.0
77.280.6627.0
77.280.6727.0
77.280.6827.0
77.280.6927.0
77.280.7027.0
05.561.6553.0
05.561.6653.0
05.561.6753.0
04.343.6053.8
98.290.1000.0

30.494.3021.6
30.494.4121.0
01.108.7653.0
71.108.8453.0
06.502.4000.0

11 mm

Std. pack
50

100
100
10
10
10
10
10
10
20
20
20
20
100
100
100
10

100
50
10
10

D - line feedthrough

N - neutral feedthrough

SL - ground

WKIF 2.5 N-D-SL

fine stranded

solid

\ A

0.13-2.5mm? 0.13-4mm?2 400V/250V/4 kV/3 24

UL
No. 22-12 AWG
5 mm

Type
WKIF 2,5 N-D-SL

35x27x7,5EN 60715

35x 24 x 15 EN 60715
9708/2 S35

WEF 1/35

APIF2,5

IVB WKF 2,5-2

IVB WKF 2,5-3

IVB WKF 2,5-4

IVB WKF 2,5-5

IVB WKF 2,5-6

IVB WKF 2,5-7

IVB WKF 2,5-8

IVB WKF 2,5-9

IVB WKF 2,5-10

LEL 2,5/1 WEISS
LEL 2,5/2 GRAU

LEL 2,5/3 SCHWARZ
ADF 2,5/4 GELB
9813 M Sn

WAK 16/2 BLAU
WAK 35/2
WKIF/SH/35

WKIF SH/E/35

DIN 5264 B 0,6 x 3,5

300V 20

Part no.
56.703.9453.0

98.300.0000.0
98.360.0000.0
75.522.8553.0
75.523.9353.0
07.311.8353.0
77.280.6227.0
77.280.6327.0
77.280.6427.0
77.280.6527.0
77.280.6627.0
77.280.6727.0
77.280.6827.0
77.280.6927.0
77.280.7027.0
05.561.6553.0
05.561.6653.0
05.561.6753.0
04.343.6053.8
98.290.1000.0

30.494.3021.6
30.494.4121.0
01.108.7653.0
71.108.8453.0
06.502.4000.0

11 mm

Std. pack
50

100
100
10
10
10
10
10
10
20
20
20
20
100
100
100
10

100
50
10
10

D - line feedthrough

NT — neutral feedthrough, disconnectable

SL - ground

WKIF 2.5 NT-D-SL

fine stranded

solid

V A

0.13-2.5mm? 0.13-4mm? 400V/250V/6 kV/3 20

UL
No. 22-12 AWG
5 mm

Type
WKIF 2,5 NT-D-SL

35x27 x7,5EN 60715

35x 24 x 15 EN 60715
9708/2 S35

WEF 1/35

APIF2,5

IVB WKF 2,5-2

IVB WKF 2,5-3

IVB WKF 2,5-4

IVB WKF 2,5-5

IVB WKF 2,5-6

IVB WKF 2,5-7

IVB WKF 2,5-8

IVB WKF 2,5-9

IVB WKF 2,5-10

LEL 2,5/1 WEISS
LEL 2,5/2 GRAU

LEL 2,5/3 SCHWARZ
ADF 2,5/4 GELB
9813 M Sn

WAK 16/2 BLAU
WAK 35/2
WKIF/SH/35

WKIF SH/E/35

DIN 5264 B 0,6 x 35

300V 20

Part no.
56.703.9553.0

98.300.0000.0
98.360.0000.0
75.522.8553.0
75.523.9353.0
07.311.8353.0
77.280.6227.0
77.280.6327.0
77.280.6427.0
77.280.6527.0
77.280.6627.0
77.280.6727.0
77.280.6827.0
77.280.6927.0
77.280.7027.0
05.561.6553.0
05.561.6653.0
05.561.6753.0
04.343.6053.8
98.290.1000.0

30.494.3021.6
30.494.4121.0
01.108.7653.0
71.108.8453.0
06.502.4000.0

11T mm

Std. pack
50

100
100
10
10
10
10
10
10
20
20
20
20
100
100
100
10

100
50
10
10
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DIN rail terminal blocks
with spring connection, type WKF

fasis BIT

60

WKF provides ...

0 Spring connection technology -
screwless connection

Separation of electrical and mechanical
functions

0 TOP connection
Wire entry and operation in same plane

0 Testing capabilities

0 Neutral conductor disconnect function

0 Economic system

0 Connection capabilities

The clamping bodies of the WKFseries
can take in any copper conductor types
without ferrules

Due to the construction of the funnelled
wire entry, stripped wires can be
connected without causing wire splitting,
provided that they are used in the proper
way

0 Tool

For an optimal operation of our terminal
blocks with spring connection we

recommend to use the following DIN 5264

screwdrivers

i.e. cylinder-shaped screwdrivers with
wedge-shaped blades

Application advantages

— Dynamic terminal connection
Balances the cold flow properties of the
connection

— Personnel cannot influence the
clamping force (no torque specs)

The clamping force required to connect
a certain conductor, is determined by the
spring element at the clamp

— Secure and maintenance-free
electrical connection
according to EN 60947-7-1

— Clear wiring in difficult
and confined wiring applications

— Testing is possible on all termination
points by means of test plugs of up to
2.3mm in diameter without having to
disconnect the wires

— Screwless disconnect unit
Easy and safe disconnection of the
neutral circuit with visual display of the
circuit state

— Time-saving due to pluggable
accessories

O fasis BT is designed to meet the wiring
and connection requirements of distri-
bution systems in commercial and
institutional buildings (such as hospitals,
schools, shopping malls, theaters, office
buildigns, airports) according to IEC 60364

O The neutral disconnect blocks of
the WKIF/WKF series enable the
required circuit isolation test without
disconnecting the neutral conductor

O fasis BIT is suited for small junction boxes
with cover according to DIN 43871

— Both solid and stranded wires with and
without ferrules can be connected to
the WKF terminal blocks

— Rated Blade dimensions
cross section  of the screwdrivers
12 AWG 2.5mm? 0.6 x3.5mm
10AWG 4mm?2 0.6x3.5mm
6 AWG 10 mm? 0.8x4.0 mm
16 mm2 1.0x55mm



Cross connection

0 The insulated jumper bars IVB WKF... are
completely touchproof

O Partition plates are therefore not required
between adjacent jumper bars of different
potentials

O The insulated jumper bars IVB WKF...
carry the same rated current as the
corresponding feed through terminal block

Wire entry guides

0 Wire entry guides LEL are recommended
when connecting wires with cross
sections below 1 mm? or 18 AWG

0 Wire entry guides LEL keep the wires
from being inserted too far and therefore
guarantee safe connection

Marking facilities

O Marking facility is down the center so that
the marking tag is not covered by the
conductor

O Individual marking tag in 5mm
spacing

0 Snap-on marking strips
(10 individual marking tags) for terminal
block assemblies

O Tear-off marking strips for 3-digit marking
facilities per block

0 Custom marking upon request

Cover with warning symbol

O Cover with warning symbol ADC to snap
on to blocks which remain live when the
main switch is disconnected (VDE 0113)

0 The cover can only be removed with a
screwdriver

DQS certificates for all companydivisions

O Quality standard as per DIN ISO 90017in
development, production and assembly

0 Continued control of the
quality standard by means of regular
internal and external quality audits

O Compatible with certificates of other
countries:

BSI Certificate, Great Britain

SQS Certificate, Switzerland
Aib-Vincotte Certificate, Belgium
OQS Certificate, Austria

Material

0 Metal parts

Special alloys enable
a low contact resistance and provide
a gas-tight contact area

Clamping spring: stainless CrNi steel

Current carrying bar: tin-plated copper

0 Insulation material

Polyamide has excellent
electrical, chemical and
mechanical characteristics

Insulating housings: Polyamide 66/6
Tracking current resistance: CTI 600

Flammability class:
WKF 4... UL 94-VO
WKF 10... UL 94-VO
WKIF 16... UL 94-V2

(also see master catalog section
facts & DATA)

You can use our wieplan software to
configure your own terminal block
assemblies (see page 10/11).

Note:

The information regarding cross
sectional area and connection types
pertains to unprepared wires without
ferrules.

Ferrules are not required for safe
connection!

The voltage ratings apply to the
terminals in their intended application.
When different products are mounted
adjacent to each other, the proper
isolation distances must be adhered to,
For this purpose, Wieland offers a
large selection of appropriate
accessories.

If the ground blocks of the WKF series
are not used in block assemblies, but are
mounted to the rail as single terminal
blocks, end brackets have to be used.

A detailed description of technical data,
the standards’ requirements, and the
application conditions can be found in
part catalog section facts & DATA:
“Technical information”.
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Feed-through blocks with spring connection for

junction boxes, type WKF/WKIF

fasis BIT

EN 60 947-7-1/DIN VDE 0611 T1

UL ratings field/factory wiring
CSA ratings
Width Wire strip length
Approvals
Feed-through block Color: gray
Feed-through block Color: blue
Neutral disconnect block Color: blue
Ground block Color: green/yellow
Accessories
1. Mounting rail TS 35, DIN rail 7.6 mm high  L=2m
Mounting rail TS 35, DIN rail 15 mm high L=2m
2.End clamp TS 35, with screw 8 mm wide
End clamp TS 35, without screw 8 mm wide
3. End plate Color: gray
Color: blue
4. Partition plate Color: gray
Color: blue
5. Cross connector insulated 2pole
(jumper bar) 3pole
4pole
Bpole
6pole
7pole
8pole
9pole
10pole
6. Wire entry guide 0.13-0.2 mm?
0.25-0.5 mm?
0.75- 1.0 mm?
7. Cover with warning symbol 4 blocks
8. Busbar, E-Cu 10x3 mm, tin-plated L=1Tm
9. Connector clamp for busbar 8.5 mm wide
17 mm wide
10. Busbar support, as end clamp 8 mm wide
11. Screwdriver, uninsulated
Marking accessories see page 48/49 and page 90/91
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WKF 4/35

fine stranded  solid Vv A
0.13-4mm? 0.13-6 mm? 800 V/8kV/3 32
No. 22-10 AWG 600V 20/30
No. 22-10 AWG 600V 35
6 mm 11 mm

@ & (@) sevEEx N\ & O ® @ ® I O RNA R
LCIEBV ) @

Type Part no. Std. pack
WKF 4/35 56.704.0053.0 100
WKF 4/35 BLAU 56.704.0053.6 100
35x27x7,5 EN 60715 98.300.0000.0 1
35x24x15 EN 60715 98.360.0000.0 1
9708/2 S35 75.522.8553.0 100
WEF 1/35 75.523.9353.0 100
APF25-4 07.312.2153.0 10
APF 2,5-4BLAU 07.312.2153.6 10
TWF25-4 07.312.2253.0 10
TWF 2,5 -4 BLAU 07.312.2253.6 10
IVB WKF 4 -2 77.261.1227.0 10
IVB WKF 4 -3 77.261.1327.0 10
IVB WKF 4 — 4 77.261.1427.0 10
IVB WKF 4 -5 77.261.1527.0 10
IVB WKF 4 -6 77.261.1627.0 10
IVB WKF 4 -7 77.261.1727.0 20
IVB WKF 4 -8 77.261.1827.0 20
VB WKF 4 -9 77.261.1927.0 20
IVB WKF 4 -10 77.261.2027.0 20
LEL 4/1 WEISS 05.561.8553.0 100
LEL 4/2 GRAU 05.561.8653.0 100
LEL 4/3 SCHWARZ 05.561.8753.0 100
ADF 4/4 GELB 04.343.6153.8 10

DIN 5264 B 0,6x3,5 06.502.4000.0 5

WKF 10/35

fine stranded  solid V A
25-10mm? 25-10mm?2 800 V/8kV/3 57
No. 14-6 AWG 600V 55
No. 14-6 AWG 600V 65
10 mm 13 mm
PANILA \Y<)

Type Part no. Std. pack
WKEF 10/35 56.710.0053.0 50

WKEF 10/35 BLAU 56.710.0053.6 50
35x27x7,5 EN 60715 98.300.0000.0 1

35x24x15 EN 60715 98.360.0000.0 1

9708/2 S35 75.522.8553.0 100

WEF 1/35 75.523.9353.0 100

IVB WKF 10 -2 77.283.8227.0 10

ADF 10/4 GELB 04.343.6453.8 10

DIN 5264 B 0,8x4 06.502.4100.0 5




WKIF 16/35

fine stranded stranded V A
4-16mm?2  4-16mm? 800V/8kV/3 76
No. 12 — 4 AWG 600V 78
12 mm 16 mm
Type Part no. Std. pack
WKIF 16/35 56.716.1153.0 50
WKIF 16/35 BLAU 56.716.1153.6 50
35x27x75 EN 60715 98.300.0000.0 1
35x24x15 EN 60715 98.360.0000.0 1
9708/2 S35 75.522.8553.0 100
WEF 1/35 75.523.9353.0 100
IVB WKIF 16 — 2 77.284.6227.0 10
DIN 5264 B 1x5 06.502.4200.0 5
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Neutral disconnect blocks with spring connection for
junction boxes, type WKF/WKIF

fasis BIT

EN 60 947-7-1; 1991/DIN VDE 0611 T1/08.92

UL ratings

CSA ratings

Width Wire strip length

Approvals
Feed-through block Color: gray
Feed-through block Color: blue
Neutral disconnect block Color: blue

Ground block Color: green/yellow

Accessories

1. Mounting rail TS 35, DIN rail Z5 mm high  L=2m
Mounting rail TS 35, DIN rail 15 mm high L=2m
2.End clamp TS 35, with screw 8 mm wide
End clamp TS 35, without screw 8 mm wide
3. End plate Color: gray
Color: blue
Color: green
4. Partition plate

5. Cross connector insulated 2pole
(jumper bar) 3pole
4pole
Bpole
6pole
7pole
8pole
9pole
10pole
6. Wire entry guide 0.13-0.2 mm?
0.25 - 0.5 mm?
0.75- 1.0 mm?

7. Cover with warning symbols over 4 blocks
8. Busbar, E-Cu 10x3 mm, tin-plated L=1Tm

9. Connector clamp for busbar 8.5 mm wide
17 mm wide
10. Busbar support as, end clamp 8 mm wide

11. Screwdriver, uninsulated

Marking accessories see page 48/49 and page 90/91
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WKF 4 NT/35

fine stranded solid Vv A

0.13-4mm? 0.13-6mm?2 400 V/6 kV/3 30
600V 20

No. 22-10 AWG 600V 25

6 mm 11 mm

N e

Type Part no. Std. pack

WKF 4 NT/35 56.704.8153.0 100

35x27x7,5 EN 60715 98.300.0000.0 1

35x24x15 EN 60715 98.360.0000.0 1

9708/2 S35 75.522.8553.0 100

WEF 1/35 75.523.9353.0 100

APF4ANT 07.312.5653.0 10

IVB WKF 4 -2 77.261.1227.0 10

IVB WKF 4 -3 77.261.1327.0 10

IVB WKF 4 -4 77.261.1427.0 10

IVB WKF 4 -5 77.261.1527.0 10

IVB WKF 4 -6 77.261.1627.0 10

IVB WKF 4 -7 77.261.1727.0 20

IVB WKF 4 -8 77.261.1827.0 20

IVB WKF 4 -9 77.261.1927.0 20

IVB WKF 4 -10 77.261.2027.0 20

LEL 4/1 WEISS 05.561.8553.0 100

LEL 4/2 GRAU 05.561.8653.0 100

LEL 4/3 SCHWARZ 05.561.8753.0 100

ADF 4/4 GELB 04.343.6153.8 10

9813 M SN 98.290.1000.0 1

WAK 16/2 BLAU 30.494.3021.6 100

WAK 35/2 30.494.4121.0 50

WKIF SH/E/35 71.108.8453.0 10

DIN 5264 B 0,6x3,5 06.502.4000.0 5

WKIF 16 NT/35

fine stranded stranded
4-16mm?  4-16mm?

12 mm

Type Part no.

WKIF 16 NT/35 56.716.8153.0
35x27x7,5 EN 60715 98.300.0000.0
35x24x15 EN 60715 98.360.0000.0
9708/2 S35 75.522.8553.0
WEF 1/35 75.523.9353.0
IVB WKIF 16 -2 77.284.6227.0
9813 M SN 98.290.1000.0
WAK 16/2 BLAU 30.494.3021.6
WAK 35/2 30.494.4121.0
WKIF SH/E/35 71.108.8453.0
DIN 5264 B 1x5 06.502.4200.0

\Y

Std. pack

50

100
100

100
50
10

A

400 V/6 kV/3 68

16 mm
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Ground blocks with spring connection for
junction boxes, type WKF/WKIF

fasis BIT

EN 60 947-7-2/DIN VDE 0611 T3

UL ratings field/factory wiring
CSA ratings

Width Wire strip length
Approvals

Feed-through block Color: gray
Feed-through block Color: blue
Neutral disconnect block Color: blue

Ground block Color: green/yellow

Accessories

1. Mounting rail TS 35, DIN rail 7.5mm high L=2m
Mounting rail TS 35, DIN rail 15mm high L=2m
2. End clamp for TS 35, with screw 8 mm wide
End clamp for TS 35, without screws 8 mm wide
3.End plate Color: gray
Color: blue
Color: green
4. Partition plate Color: gray
Color: blue
5.Cross connector insulated 2pole
(jumper bar) 3pole
4pole
5pole
6pole
7pole
8pole
9pole
10pole
6. Wire entry guide 0.13-0.2 mm?
0.25 - 0.5 mm?
0.75 - 1.0 mm?

7. Cover with warning symbol over 4 blocks
8. Busbar, E-Cu 10x3 mm, tin-plated L=Tm

9. Connector clamp for busbar 8.5 mm wide

10. Busbar support, as end clamp 8 mm wide
11. Screwdriver, uninsulated
Marking accessories see page 48/49 and page 90/91
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Ratings for adjacent feed-through blocks of same series and size
Current carrying capabilities of the mounting rails see catalog
section facts & DATA

70

Ratings for adjacent feed-through blocks of same series and size
Current carrying capabilities of the mounting rails see catalog
section facts & DATA

WKF 4 SL/35 WKF 10 SL/35

fine stranded  solid V A fine stranded  solid V A
0.13-4mm? 0.13-6 mm?2 800 V/8kV/3 32 25-10mm?2 25-10mm? 800 V/8kV/3 57
No. 22-10 AWG 600V No. 14-6 AWG 600V

No. 22-10 AWG 600V No. 14-6 AWG 600V

6 mm 11 mm 10 mm 13 mm
@ & (@) sevEex o\ @ O ® @ ® & O RNA 1R N @

LCE BV N\ @

Type Part no. Std. pack Type Part no. Std. pack

WKEF 4 SL/35 56.704.9053.0 100 WKF 10 SL/35 56.710.9053.0 50

98.300.0000.0 1
98.360.0000.0 1
75.522.8553.0 100
75.523.9353.0 100

35x27x7,5EN 60715
35x 24 x 15 EN 60715
9708/2 S35

WEF 1/35

APF 2,5-4 GRUN 07.312.2153.7 10

LEL 4/1 WEISS 05.561.8553.0 100

LEL 4/2 GRAU 05.561.8653.0 100
LEL 4/3 SCHWARZ 05.561.8753.0 100
ADF 4/4 GELB 04.343.6153.8 10
17 mm wide

DIN 5264 B 0,6 x 3,5 06.502.4000.0 5

35x27x75EN60715  98.300.0000.0 1

35x 24 x 15 EN 60715 98.360.0000.0 1
9708/2 S35 75.522.8553.0 100
WEF 1/35 75.523.9353.0 100

ADF 10/4 GELB 04.343.6453.8 10

DIN 5264 B 0,8 x 4 06.502.4100.0 5




- 916

WKIF 16 SL/35

fine stranded stranded
4-16mm?2  4-16 mm?

V A
800 V/8kV/3 76

UL pending

No. 12-4 AWG 600V

12 mm 16 mm
Type Part no. Std. pack

WKIF 16 SL/35 56.716.9153.0 50

35x27x75EN60715  98.300.0000.0 1

35x 24 x 15 EN 60715 98.360.0000.0 1

9708/2 S35 75.522.8553.0 100
WEF 1/35***) 75.523.93563.0 100
DIN 5264 B 1x5 06.502.4200.0 5
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Terminal blocks for electrical installations
with screw connection, type WKI

selos BIT
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Item Description

A WN

© 00 N o o

1N
12

13
14

15
16

17
18

19
20
21
22

23
24

25
26

Installation blocks
Installation blocks
Installation blocks

Installation block

Ground block

Neutral disconnect block
Feed through block
Feed through block
Ground block

Neutral disconnect block
Feed through block
Feed through block

Connector clamp

End clamp

Busbar 10x 3

Mounting rail

Busbar support

End plate

Cover with warning symbol

Cover with warning symbol

Cover with marking facility

Partition plate with marking facility

Cross connector, insulated (12pole)

Cross connector, uninsulated

Marking strip
Marking strip

Type

WKI 4 N-D-SL
WKI 4 NT-D-SL
WKI 4 D-D-SL
WKI 4 D-D

WKI 16 SL/35
WKI 16 ETK/U
WKI 16 /U BLAU
WKI 16 /U
WK 4 SL/U
WKN 4 ETK/U
WK 4 /U BLAU
WK 4 /U

WAK 16/2 BLAU
9708/2 S35

9813 M Sn
36x27x7.5

WKI SH/U
API 4/2

AD 4/4 GELB
ADI 16/1 GELB
AD VB 16 GELB
TS 16 GELB

IVB WKI 4-12
VB WKI 16-3

9705 A/6/10 B
9705 A/6/10/5 B

Part number
56.404.9455.0
56.404.9555.0
56.404.9855.0
56.404.9755.0

56.516.9255.0

57.516.8255.0
57.516.11565.6
57.516.11565.0
57.504.9055.0
57.504.8155.0
57.504.0055.6
57.504.0055.0

30.494.3021.6
75.5622.8553.0

98.290.1000.0
98.300.0000.0

01.108.3255.0
07.311.6555.0

04.343.4856.8
04.325.8553.8
04.326.2453.8
07.311.2453.8

77.271.5227.0
77.289.0327.0

04.842.6053.0
04.842.6553.0




Terminal blocks for electrical installations
with screw connection, type WKI

selos BIT

WKI provides ...

O Clear circuit identification

0 Small dimensions in three-tier design

O Neutral conductor disconnect function
O All wire entry points in the same plane
O Mounting for TS 35 DIN rail

0 Circuit protection via fuse

0 Ground connection directly to the
DIN rail

Alternating

ground N L1 L2 L3

Current

WKIF4NTD-SL ©

N-Busbar

/NKIF

Three-phase
current

WKIF 4 D-D

o

—o

—o

TS 35

0 Connection slot on the terminal block for
the neutral busbar

O Captive hardware and vibration design

Application advantages

O Multiple circuits with color coding in one
terminal block

O Best suited for small junction boxes
with cover according to DIN 43871

[0 Fast and safe disconnection of the
neutral conductor with WKI 4 NT-D-SL

O Easy wiring

O Sliding disconnect shows the state of
the neutral circuit (open or closed)

0 selos BIT is designed to meet the
wiring and installation requirements of
distribution systems in commercial and
institutional buildings (such as hospitals,
schools, shopping malls, theaters,
office buildings, institutes, airports)
according to IEC 60364 and standard
control requirements

0 WKI 4 NT-D-SL enables the required
circuit isolation test without
disconnecting the neutral conductor

O WKI provides installation blocks in
5 versions:
WKI 4 DU
WKI 4 D-D
WKI 4 D-D-SL
WKI 4 N-D-SL
WHKI 4 NT-D-SL

3 special variants:
WHKI 4 NT-D-SL-GL
WHKI 4 NTN-D-SL
WKI 4 TKG-D-SL

O Other applications include control wiring.
For example WKI 4 TKG-D-SL signal in
one terminal with fusing of the (+) circuit

0 The terminal blocks for electrical
installations of the WKI series in the NT
version can be combined with ...

the terminal blocks of the WKIF series
(spring connection technology)

the neutral disconnect blocks (ETK) of
the WKN series
(screw connection technology)



Jumpering with cross connectors

0 Jumpering with insulated and
uninsulated cross connectors
(jJumperbars)

O Cross connectors do not take up
clamping space

0 Uninsulated cross connectors can be cut
to length

O When using cross connectors, end
plates or partitions are required to
maintain max. voltage rating

0 Cross connectors come pre-assembled

Jumpering with jumper combs
O Jumpering with insulated jumper combs

0 Jumper comb and conductor are
inserted in the clamping body and
clamped

Marking facilities

0 Marking facility for each termination
point

O Tear-off marking strips for 3-digit
marking facilities per block

O Single marking tags in 5 mm spacing

0 Marking strips (10 individual marking
tags) to snap on to 10 terminal blocks

0 Custom marking upon request

Connector clamps

0 Connector clamps for busbar 10x3 mm
(E-Cu, tin-plated)

0 WAK 16/2... 0.75-16 mm?
0 WAK 35/2... 16-35 mm?

O Clear identification of the circuit task
when the erternal neutral conductor is
connected to the busbar

DQS certificates for all company divisions

O Quality standard as per DIN ISO 9001 in
Development, Production and Assembly
O Continued control of the
quality standard by means of regular
internal and external quality audits

O Compatible with certificates of other
countries:

— BSI Certificate, Great Britain

SQS Certificate, Switzerland

Aib-Vincotte Certificate, Belgium

OQS Certificate, Austria

Material

0 Metal parts

Special alloys enable
a low contact resistance and provide a
gas-tight contact area:

Clamping body/clamping screws:
Steel, zinc-plated and dichromated

Current carrying bar: tin-plated copper

[0 Insulation material

Polyamide has excellent
electrical, chemical and
mechanical characteristics

Insulating housings: Polyamide 66/6
Tracking current resistance: CTl 600
Flammability class: UL 94-VO

(also see master catalog section
facts & DATA: Technical information)

You can use our wieplan software to
configure your own terminal block
assemblies (see page 10/11).

Note:

The information regarding cross
sectional area and connection types
pertains to unprepared wires without
ferrules.

The voltage ratings apply to the
terminals in their intended application.
When different products are mounted
adjacent to each other, the proper
isolation distances must be adhered to.
For this purpose, Wieland offers a large
selection of appropriate accessories.

A detailed description of technical data,
the standards’ requirements, and the
application conditions can be found in
part catalog section facts & DATA:
“Technical information”.
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Terminal blocks for electrical installations with

screw connection, type WKI 4

selos BIT

Grounding:

*) For the current carrying capability of the mounting rail
see catalog facts & DATA

EN 60947-7-1/DIN VDE 0611 T1
EN 60947-7-2

UL ratings

CSA ratings

Width

Approvals

Wire strip length

Installation block Color: gray
Lower tier of installation block equipped only

Installation block with indicator lamp (110 - 200 V)

Accessories
1. Mounting rail TS 35, DIN rail 7.5 mm high

Mounting rail TS 35, DIN rail 15 mm high
2. End clamp for TS 35, with screw

L=2m
L=2m
8 mm wide
8 mm thick
2 mm thick

End clamp, screwless
3. End plate
4. Partition plate
5. Cross connector with screws, E-Cu
uninsulated 2pole
to 6pole
insulated 12pole

Field divisible strip — uninsulated, 70pole
6. Busbar, E-Cu 10x3 mm, Iy= 140 A L=1m
Busbar, tin-plated, Iy= 140 A L=1m
7. Busbar support 4 mm wide
Busbar support 8 mm wide

8. Connector clamp for busbar
16 mm? 8.5 mm wide
35 mm? 17 mm wide

9. Screwdriver, uninsulated

Marking accessories see page 48/49 and page 90/91
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DU -line feed through block:
lower contact equipped only

WKI 4 DU

D -line feed through block
D -line feed through block

WKI 4 D-D

fine stranded  solid Vv fine stranded solid \Y, A
05-4mm? 05-6mm? 400V/6kV/3 26 05-4mm? 05-6mm? 400V/6kV/3 26
No. 22-10 AWG 300V No. 22-10 AWG 300V 24
No. 22-10 AWG 300V No. 22-10 AWG 300V 25
6 mm 6 mm 7 mm
dneew® dnesc®
Type Part no. Std. pack Type Part no. Std. pack
WKI 4 D-D 56.404.9755.0 50
WKI 4 DU 56.404.9655.0 50
35x27 x7,5EN 60715 98.300.0000.0 1 35x27 x7,5EN 60715 98.300.0000.0 1
35x24 x 15 EN 60715 98.360.0000.0 1 35x24 x 15 EN 60715 98.360.0000.0 1
9708/2 S35 75.522.8553.0 100 9708/2 S35 75.522.8553.0 100
WEF 1/35 75.523.9353.0 100 WEF 1/35 75.523.9353.0 100
APl 4/2 07.311.6555.0 10 AP 4/2 07.311.6555.0 10
TWI4 07.311.6955.0 10 TWI 4 07.311.6955.0 10
9703/6-2 77.211.0227.0 50 9703/6-2 77.211.0227.0 50
9703/6-6 77.211.0627.0 50 9703/6-6 77.211.0627.0 50
VB WKI 4-12 77.271.5227.0 10 VB WKI 4-12 77.271.5227.0 10
9703/6 M-70 77.211.0027.0 10 9703/6 M-70 Z7.211.0027.0 10
9813 M 98.290.0000.0 1 9813 M 98.290.0000.0 1
9813 M Sn 98.290.1000.0 1 9813 M Sn 98.290.1000.0 1
WKI/SH/U 01.108.3255.0 10 WKI/SH/U 01.108.3255.0 10
WKIF SH/E/35 71.108.8453.0 10 WKIF SH/E/35 Z1.108.8453.0 10
WAK 16/2 BLAU 30.494.3021.6 100 WAK 16/2 BLAU 30.494.3021.6 100
WAK 35/2 30.494.4121.0 50 WAK 35/2 30.494.4121.0 50
DIN 5264B 0,6 x 3,5 06.502.4000.0 5 DIN 5264B 0,6 x 3,5 06.502.4000.0 5




D - line feed through block
D - line feed through block

N - neutral feed-through block
D - line feed through block
SL - ground

SL - ground

WKI 4 D-D-SL

fine stranded  solid \
05-4mm? 05-6mm? 400 V/6 kV/3 26%
No. 22-10 AWG 300V

No. 22-10 AWG 300V

6 mm

dn'ec®

Type Part no. Std. pack

WKI 4 D-D-SL 56.404.9855.0 50

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9708/2 S35

WEF 1/35

AP 4/2

TWI4

9703/6-2
9703/6-6

IVB WKI 4-12
9703/6 M-70
9813 M

9813 M Sn
WKI/SH/U
WKIF SH/E/35

WAK 16/2 BLAU

WAK 35/2
DIN 5264 B 0,6 x 3,5

*CL 1, ZN1, AExe Il

98.300.0000.0
98.360.0000.0
75.522.8553.0
75.523.9353.0
07.311.6555.0
07.311.6955.0

77.211.0227.0
77.211.0627.0
77.271.5227.0
77.211.0027.0
98.290.0000.0
98.290.1000.0
01.108.3255.0
71.108.8453.0

30.494.3021.6
30.494.4121.0
06.502.4000.0

100
100
10
10

50
50
10
10

10

10

100
50

WKI 4 N-D-SL

fine stranded  solid V A
05-4mm? 05-6mm? 400 V/6kV/3 26%
No. 22-10 AWG 300V 24
No. 22-10 AWG 300V 25
6 mm 7 mm
dnec®

Type Part no. Std. pack

WKI 4 N-D-SL 56.404.9455.0 50
35x27x75EN 60715 98.300.0000.0 1
35x24 x 15EN 60715 98.360.0000.0 1

9708/2 S35 75.522.8553.0 100

WEF 1/35 75.523.9353.0 100

API 4/2 07.311.6555.0 10

TWI 4 07.311.6955.0 10

9703/6-2 77.211.0227.0 50

9703/6-6 77.211.0627.0 50

IVB WKI 4-12 77.271.5227.0 10

9703/6 M-70 Z77.211.0027.0 10

9813 M 98.290.0000.0 1

9813 M Sn 98.290.1000.0 1

WKI/SH/U 01.108.3255.0 10

WKIF SH/E/35 71.108.8453.0 10

WAK 16/2 BLAU 30.494.3021.6 100

WAK 35/2 30.494.4121.0 50

DIN 5264 B 0,6 x 3,5 06.502.4000.0 5

N — disconnect block

D - line feed through block
SL- ground

GL - indicator lamp

WKI 4 NT-D-SL (-GL)

fine stranded  solid Vv A
05-4mm? 05-6mm? 400 V/6kV/3 26%
No. 22-10 AWG 300V 24
No. 22-10 AWG 300V 25
6 mm 7 mm
dnee®

Type Part no. Std. pack

WKI 4 NT-D-SL 56.404.9555.0 50

WKI 4 NT-D-SL-GL 56.404.9255.0 50

35x27 x7,5EN 60715 98.300.0000.0 1

35x24 x 15 EN 60715 98.360.0000.0 1

9708/2 S35 75.522.8553.0 100

WEF 1/35 75.523.9353.0 100

APl 4/2 07.311.6555.0 10

9703/6-2 77.211.0227.0 50

9703/6-6 77.211.0627.0 50

IVB WKI 4-12 77.271.5227.0 10

9703/6 M-70 Z7.211.0027.0 10

9813 M 98.290.0000.0 1

9813 M Sn 98.290.1000.0 1

WKI/SH/U 01.108.3255.0 10

WKIF SH/E/35 71.108.8453.0 10

WAK 16/2 BLAU 30.494.3021.6 100

WAK 35/2 30.494.4121.0 50

DIN 5264 B 0,6 x 3,5 06.502.4000.0 5
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Terminal blocks for electrical installations
with screw connection, type WKI 4

selos BIT

Fuse application:
Nominal current accord to VDE 0820 T2/EN 60 127-2 when using
1.6 W

— 6.3 A for single blocks
—4 A for blocks mounted directly adjacent to each other

Voltage and current are determined by the LED and the fuse used in
the end application

Ground application:
*) For the current carrying capability of the mounting
rail see catalog facts & DATA

Busbar application: NTN — Qisconnect block TKG - fuse plug for 5 x 20 fuse
Position these terminals at the beginning or end of the assembly D - line feed through block: D - line feed through block:
when incorporating the busbar system SL - ground SL - ground block
WKI 4 NTN-D-SL WKI 4 TKG-D-SL
fine stranded  solid Y A fine stranded  solid V A
EN 60 947-7-1, EN 60 947-7-2 05-4mm? 05-6mm? 400V/6kV/3 26% 05-4mm? 05-6mm? 400V/6kV/3 26%
UL ratings No. 22-10 AWG 300V 24 No. 22-10 AWG 300V 12
CSA ratings No. 22-10 AWG 300V 25 No. 22-10 AWG 300V 25
Width Wire strip length 6 mm 7 mm 6 mm 7 mm
Approvals neew® dnes®
Type Part no. Std. pack Type Part no. Std. pack
Installation block Color: gray | WKI4 NTN-D-SL 56.404.9155.0 50 WKI 4 TKG-D-SL 56.404.8855.0 50
Fuse holder for 5 x 20 fuse Color: gray Si ST 71.299.4055.0 10
Fuse holder with indicator (24 V) Color: gray SiSTLED 71.299.4155.0 10
Fuse holder with indicator (110 — 220 V) Color: gray SiSTGL 71.299.4255.0 10
(G fuse-links DIN 41571, 250 V/6.3 A, 5 x 20 mm)
Accessories
1. Mounting rail TS 35, DIN rail 7Z5 mm high  L=2m | 35x27x75EN60715  98.300.0000.0 1 35x27x75EN60715  98.300.0000.0 1
Mounting rail TS 35, DIN rail 15 mm high L =2m | 35x24x15EN 60715 98.360.0000.0 1 35x 24 x 15 EN 60715 98.360.0000.0 1
2. End clamp for TS 35, with screw 8 mm wide | 9708/2 S35 75.522.8553.0 100 9708/2 S35 75.522.8553.0 100
End clamp, screwless 8 mm thick | WEF1/35 75.523.9353.0 100 WEF 1/35 75.523.9353.0 100
3. End plate 2 mm thick | API4/3 07.311.6855.0 10 APl 4/3 07.311.6855.0 10
4. Partition plate
5. Cross connector with screws, (jumper bar)
uninsulated 2pole | 9703/6-2 77.211.0227.0 50 9703/6-2 77.211.0227.0 50
to 6pole | 9703/6-6 77.211.0627.0 50 9703/6-6 77.211.0627.0 50
insulated 12pole | IVB WKI 4-12 77.271.5227.0 10 IVB WKI 4-12 77.271.5227.0 10
Field-divisible strip —70pole | 9703/6 M-70 77.211.0027.0 10 9703/6 M-70 77.211.0027.0 10
6. Busbar, E-Cu 10 x 3 mm, Iy= 140 A L=1m
Busbar, tin-plated, Iy = 140 A L=1m
7. Busbar support 4 mm wide
Busbar support 8 mm wide
8. Connector clamp for busbar
16 mm? 8.5 mm wide
35 mm? 17 mm wide
9. Screwdriver, uninsulated DIN 5264 B 0,6 x 3,5 06.502.4000.0 5 DIN 5264 B 0,6 x 3,5 06.502.4000.0 5
Marking accessories see page 48/49 and page 90/91
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Terminal blocks with screw connection for
junction boxes, type WK/

selos BIT

WKI provides ...

O Screw connection technology
in rising cage clamp system with one-
piece threaded collar

0 Convenient handling

O Neutral conductor disconnect

0 Height

Due to their height, the terminal blocks of
the selos BT family are suited for small
junction boxes with cover according to
DIN 43871.

0 Connection slot on the terminal block for
the neutral busbar
O Ground directly to the DIN rail

O Captive hardware and vibration resistant
design
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Application advantages

- High connection range
Connection of solid, fine stranded and
stranded conductors in the rated wire
guage with and without ferrules

- High clamping force, low contact
resistance
High tightening torques (master catalog,
section 8) create high clamping forces
for large contact areas resulting in low
contact resistance and a gas tight
connection

- Clamping body
Delivered in open position, ready to wire

- Sliding disconnect
clearly shows state (open or closed) of
the circuit and allows quick and easy
disconnect from the busbar

0 selos BIT is designed to meet the
wiring and installation requirements of
distribution systems in commercial and
institutional buildings (such as
hospitals, schools, shopping malls,
theaters, office buildings, airports)
according to IEC 60364

O The neutral disconnect blocks of the
WHKI series enable the required
insulation test without disconnecting
the neutral conductor

0 The WKI series provides

Feed-through blocks 4-35 mm?
10-2 AWG

Neutral disconnect blocks 4-16 mm?
10-4 AWG

Ground blocks 4-35 mm?
10-2 AWG

PEN assembly blocks 10-35 mm?
6-2 AWG

- Neutral disconnect blocks (ETK) of the
WKI series can be combined with ...

the installation blocks of the WKI series
(screw connection technology)

Installation blocks of the WKIF series
(spring connection technology)

Neutral disconnect blocks (ETK) of the
WKN series
(screw connection technology)



Cross connection

00 Jumpering with insulated or uninsulated
cross connectors (jumper bars)

O Insulated cross connectors are touch-safe
according to regulation VBG 4

O Cross connectors come preassembled

O Available in 2—12pole configurations or as
a field-divisible strip — up to 70 poles

0 When used with an end plate or partition
the cross connector is rated for the same
voltage as the terminal block

Partition plates

O Provides electrical and visual separation
for adjacent terminal block groups

00 Pre and post assembly versions
0 Can only be removed with a screwdriver

O Post assembly version offers marking tag
facility and cover

O 4-digit marking strip for additional marking

Marking facilities

0O Marking facility at every termination point

0 Tear-off marking strips for 3-digit marking
facilities per block

O Single marking tags in 5 mm spacing

O Marking strips (10 individual marking tags)
to snap on to 10 terminal blocks

0 Custom marking upon request

Cover

O Cover with warning symbol to snap on to
blocks which remain live when the main
switch is disconnected (VDE 0113)

0 Cover for uninsulated cross connectors to
prevent electrical shock

0 Can only be removed with a screwdriver

0 Extended covers available to prevent
tampering with terminal block

DQS certificates for all company divisions
O Quality standard as per DIN ISO 9001 in
development, production and assembly
O Continued control of the
quality standard by means of regular
internal and external quality audits
O Compatible with certificates of other
countries:
BSI Certificate, Great Britain
SQS Certificate, Switzerland
Aib-Vincotte Certificate, Belgium
OQS Certificate, Austria

Material

0 Metal parts

Special alloys enable
a low contact resistance and provide a
gas-tight contact area

Clamping body/clamping screws:
steel, zinc-plated and dichromated

Current carrying bar: tin-plated copper

[0 Insulation material

Polyamide has excellent
electrical, chemical and
mechanical characteristics

Insulating housings: Polyamide 66/6
Tracking current resistance: CTl 600
Flammability class: UL 94-VO

(also see master catalog section
facts & DATA: Technical information)

You can use our wieplan software to
configure your own terminal block
assemblies (see page 10/11).

Note:

The information regarding cross
sectional area and connection types
pertains to unprepared wires without
ferrules.

The voltage ratings apply to the
terminals in their intended application.
When different products are mounted
adjacent to each other, the proper
isolation distances must be adhered to.
For this purpose, Wieland offers a large
selection of appropriate accessories.

A detailed description of technical data,
the standards’ requirements, and the
applica-tion conditions can be found in
part catalog section facts & DATA:
“Technical information”.
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Terminal blocks with screw connection for
junction boxes, type WK/

selos BIT

EN 60 947-7-1/DIN VDE 0611 T1

UL ratings field-/factory
wiring
CSA ratings
Width Wire strip length
Approvals
Feed through block Color: gray
Feed through block Color: blue

Accessories

Additional colors available on request:

Contact Factory

WK 4/U

fine stranded  solid Vv
05-4mm? 05-6mm? 800V/8kV/3 32
No. 22-10 AWG 600V 30/35
No. 20-10 AWG 600 V 40
6 mm 9 mm

@ & @) sevEex o\ @ O QO @ O 1

@O n e N @ereex S § @ ®
Std. pack
57.504.0055.0 100
57.504.0055.6 100

Type Part no.
WK 4/U
WK 4/U BLAU

8. Cover with warning symbol over 4 blocks

10.Connector clamp for busbar
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E-Cu 10 x 3 mm, unplated, Iy =140 A

1. Mounting rail TS 35, DIN rail Z5bmm high  L=2m
Mounting rail TS 35, DIN rail 15mm high L=2m

2. End clamp for TS 35, with screw 8 mm wide
End clamp for TS 35, without screws 8 mm wide

3. End plate 1.5 mm thick Color: gray
1.5 mm thick Color: blue

1.5 mm thick Color: green

End plate 2 mm thick Color: gray

2 mm thick Color: blue

2 mm thick Color: green

4. Partition plate Color: gray
Color: blue

5. Cross connector with screws (jumper bar) 2pole
insulated 3pole

4pole

bpole

6pole

6. Partition plate with marking facility Color: yellow
7. Cover with marking facility Color: yellow

Color: yellow

Cover with warning symbol for 1 block Color: yellow
9. Busbar
E-Cu 10 x 3 mm, tin-plated, Iy =140 L=1m

L=1m

16 mm? 8.5 mm wide

35 mm? 17 mm wide

11.Busbar support 4 mm wide
Busbar support 8 mm wide

Marking accessories see page 48/49 and page 90/91

35x27x75EN 60715
35x27 x 15 EN 60715
9708/2 S35

WEF 1/35

AP 2,5-4

AP 2,5-4 BLAU

TW254

TW 2,5-4 BLAU
IVB WK 4-2
IVB WK 4-3
IVB WK 4-4
IVB WK 4-5
IVB WK 4-6

TS 4 GELB

AD VB 4 GELB
AD 4/4 GELB

98.300.0000.0
98.360.0000.0
75.5622.8553.0
75.5623.9353.0
07.311.0155.0
07.311.0155.6

07.311.11556.0
07.311.11556.6
77.281.1227.0
77.281.1327.0
77.281.1427.0
77.281.1527.0
77.281.1627.0
07.311.2153.8
04.326.2153.8
04.343.4856.8

100
100
10
10

10
10
10
10
10
10
10
10
10
10

WKI 10/U

fine stranded stranded V A
1-10 mm? 10-16 mm?2 400 V/6 kV/3 57
No. 16-6 AWG 600V 65/65
No. 16-6 AWG 600V 70
10 mm 18 mm
@

Type Part no. Std. pack

WKI 10/U 57.510.1155.0 50

WKI 10/U BLAU 57.510.1155.6 50

35x27 x7,5EN 60715 98.300.0000.0 1

35x27 x 15EN 60715 98.360.0000.0 1

9708/2 S35 75.522.8553.0 100

WEF 1/35 75.523.9353.0 100

APl 10-16 07.311.9455.0 10

APl 10-16 BLAU 07.311.9455.6 10

VB WKN 10-2 77.283.2227.0 10

IVB WKN 10-3 77.283.2327.0 10

IVB WKN 10-4 77.283.2427.0 10

VB WKN 10-5 Z77.283.2527.0 10

VB WKN 10-6 77.283.2627.0 10

TS 10 GELB 07.311.2353.8 10

AD VB 10 GELB 04.342.1056.8 10

ADI 10/1 GELB 04.325.8553.8 10




WKI 16/U

fine stranded stranded V A
1-16 mm? 10-25mm? 400 V/6 kV/3 76
No. 12-4 AWG 600V 65/90
No. 14-4 AWG 600V 95
12 mm 16 mm
A @

Type Part no. Std. pack

WKI 16/U 57.516.1155.0 50

WKI 16/U BLAU 57.516.1155.6 50
35x27x75EN 60715 98.300.0000.0 1
35x27 x 15 EN 60715 98.360.0000.0 1

9708/2 S 35 75.522.8553.0 100

API 10-16 07.311.9455.0 10

API10-16 BLAU

IVB WKI 16-2
IVB WKI 16-3
IVB WKI 16-4
IVB WKI 16-5
IVB WKI 16-6
TS 16 GELB
AD VB 16 GELB

ADI 16/1 GELB

07.311.9466.6 10

77.284.9227.0
77.284.9327.0
77.284.9427.0
77.284.9527.0
77.284.9627.0
07.311.2453.8 10
04.326.2453.8 10

04.325.8653.8 10

WKI 35/U

fine stranded stranded V A
16-35mm?2  16-50mm?2 400 V/6 kV/3 125
No. 10-2 AWG 600V 95/95
No. 10-2 AWG 600V 110
16 mm 13 mm
@

Type Part no. Std. pack

WKI 35/U 57.5635.1155.0 20

WKI 35/U BLAU

35x27x75EN 60715
35x 27 x 15 EN 60715
9708/2 S 35

API 35
API 35 BLAU

IVB WKI 35-2
IVB WKI 35-3
IVB WKI 35-4
IVB WKI 35-5
IVB WKI 35-6
TS 35 GELB

ADI 35/1 GELB

57.636.1156.6 20

98.300.0000.0 1
98.360.0000.0 1
75.5622.8553.0 100

07.311.8856.0 10
07.311.8856.6 10

77.285.4227.0
77.285.4327.0
77.285.4427.0
77.285.4527.0
77.285.4627.0
07.311.8653.8 1

o o oo oo

04.325.8753.8
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Neutral disconnect blocks with screw connection

for junction boxes, type WKI

selos BIT

EN 60 947-7-1/DIN VDE 0611 T1

UL ratings
CSA ratings
Width Wire strip length
Approvals
Neutral-disconnect block Color: blue
Connector clamp for Cu busbar Color: blue

Color: unplated
Accessories
1. Mounting rail TS 35, DIN rail Z5 mm high L=2m

Mounting rail TS 35, DIN rail 15 mm high L =2m

2. End clamp for TS 35, with screw 8 mm wide
End clamp for TS 35, without screws 8 mm wide

3. End plate 1.5 mm thick Color: gray
1.5 mm thick Color: blue

1.5 mm thick Color: green

End plate 2 mm thick Color: gray

2 mm thick Color: blue

2 mm thick Color: green

4. Partition plate Color: gray
Color: blue

5. Cross connector with screws (jumper bar)  2pole
insulated 3pole

4pole

5pole

6pole

6. Partition plate with marking facility ~ Color: yellow
7. Cover with marking facility Color: yellow
8. Cover with warning symbol over 4 blocks  Color: yellow
Cover with warning symbol for 1 block

9. Busbar

Color: yellow

E-Cu 10 x 3 mm, tin-plated, Iy =140 A L=1m
E-Cu 10 x 3 mm, unplated, Iy =140 A L=1m

10. Connector clamp for busbar
16 mm? 8.5 mm wide
35 mm? 17 mm wide
11.Busbar support 4 mm wide
Busbar support 8 mm wide

Marking accessories see page 48/49 and page 90/91
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‘ 4875

M3

Current carrying capability:
fine stranded: 4 mm? 25 A

solid: 6 mm? 30 A

WKN 4 ETK/U

fine stranded solid V A
05-4mm? 0.5-6mm? 400 V/6 kV/3**
UL pending

No. 20-10 AWG 600V 25
6 mm 9 mm
Ovec®eO

Type Part no. Std. pack

WKN 4 ETK/U 57.504.8155.0 100

35x27 x7,5EN 60715 98.300.0000.0 1

35x27 x 15 EN 60715 98.360.0000.0 1

9708/2 S35 75.522.8553.0 100

WEF 1/35 75.523.9353.0 100

APN 4 ETK 07.311.1155.0 10

9813 M 98.290.0000.0 1

9813 M SN 98.290.1000.0 1

WAK 16/2 BLAU 30.494.3021.0

WAK 35/2 30.494.4121.0 50
WKI SH/U 01.108.3256.0 10
WKIF SH/E/35 71.108.8453.0 10

Current carrying capability:

fine stranded: 10 mm? 45 A

stranded: 16 mm? 50 A

WKI 10 ETK/U

fine stranded stranded V A
1-10 mm? 10 =16 mm? 400 V/6 kV/3**
No. 16-6 AWG 600 V 45
10 mm 13 mm
e®

Type Part no. Std. pack

WKI 10 ETK/U 57.510.8255.0 50

35x27 x7,5EN 60715 98.300.0000.0 1

35x27 x 15 EN 60715 98.360.0000.0 1

9708/2 S35 75.522.8553.0 100

WEF 1/35 75.523.9353.0 100

API10-16 ETK/1 07.312.1955.0 10

9813 M
9813 M SN

98.290.0000.0 1
98.290.1000.0 1

WAK 16/2 BLAU 30.494.3021.0

WAK 35/2 30.494.4121.0 50
WKI SH/U 01.108.3256.0 10
WKIF SH/E/35 71.108.8453.0 10




Connector clamp for Cu busbar
(10 x 3 mm), type WAK

Current carrying capability:
fine stranded: 16 mm? 62 A

stranded: 25 mm2 67 A EN 60 998-2-1 CCA/CH EN 60 998-2-1 CCA/CH
WKI 16 ETK/U WAK 16/2 WAK 35/2
fine stranded stranded Vv A fine stranded stranded V A fine stranded stranded V A
1-16 mm? 10 - 25 mm? 400 V/6 kV/3**) 1.5-16 mm? 10-16 mm? 76 16-35mm?2 16 - 35 mm? 125
No. 14-4 AWG 600V 65
12 mm 15 mm 8.4 mm 16 mm 17 mm 14 mm
e BYENG) @a®
Type Part no. Std. pack Type Part no. Std. pack Type Part no. Std. pack
WKI 16 ETK/U 57.516.8255.0 50
WAK 16/2 BLAU 30.494.3021.6 100 WAK 35/2 BLAU 30.494.4121.6

WAK 35/2 30.494.4121.0 50
35x27x75EN60715  98.300.0000.0 1
35x27x15EN 60715  98.360.0000.0 1
9708/2 S35 75.522.8553.0 100
API10-16 ETK/1 07.312.1955.0 10
9813 M 98.290.0000.0 1 9813 M 98.290.0000.0 1 9813 M 98.290.0000.0 1
9813 M SN 98.290.1000.0 1 9813 M SN 98.290.1000.0 1 9813 M SN 98.290.1000.0 1
WAK 16/2 BLAU 30.494.3021.0
WAK 35/2 30.494.4121.0 50
WKI SH/U 01.108.3255.0 10 WKI SH/U 01.108.3255.0 10 WKI SH/U 01.108.32565.0 10
WKIF SH/E/35 71.108.8453.0 10 WKIF SH/E/35 71.108.8453.0 10 WKIF SH/E/35 71.108.8453.0 10
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Ground blocks with screw connection
for junction boxes, type WKI SL

selos BIT

*) Ratings of adjacent feed-through block
same series and size

EN 60 947-7-2/DIN VDE 0611 T3
UL ratings

CSA ratings

Width

Approvals

Wire strip length

Ground block Color: green/yellow

Accessories
1.Mounting rail TS 35, DIN rail 75 mm high L =2m

Mounting rail TS 35, DIN rail 15 mm high L=2m

2. End clamp for TS 35, with screw 8 mm wide
End clamp for TS 35, without screws 8 mm wide

3. End plate 1.5 mm thick Color: gray
1.5 mm thick Color: blue

1.5 mm thick Color: green

End plate 2 mm thick Color: gray

2 mm thick Color: blue

2 mm thick Color: green

4. Partition plate Color: gray
Color: blue

5. Cross connector with screws (jumper bar)  2pole
insulated 3pole

4pole

5pole

6pole

6. Partition plate with marking facility ~ Color: yellow
7. Cover with marking facility Color: yellow

8. Cover with warning symbol over 4 blocks  Color: yellow
Cover with warning symbol for 1 block
9. Busbar
E-Cu 10 x 3 mm, tin-plated, Iy =140 A
E-Cu 10 x 3 mm, unplated, Iy =140 A
10.Connector clamp for busbar

Color: yellow

L=1m
L=1m

16 mm? 8.5 mm wide

35 mm? 17 mm wide

11.Busbar support 4 mm wide
Busbar support 8 mm wide

Marking accessories see page 48/49 and page 90/91
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enclosed design
WK 4 SL/U
fine stranded  solid V A
05-4mm?Z 05-6mm? 800 V/8kV/3*
No. 22-10 AWG 600V
No. 22-10 AWG
6 mm 9 mm
@erM (@) seveex N O @O EIE O 1 N @
BEEx S § @
Type Part no. Std. pack
WK 4 SL/U 57.504.9055.0 100

35x27x7,5EN 60715
35x27 x 15 EN 60715

98.300.0000.0 1
98.360.0000.0 1

9708/2 S35 75.522.8553.0 100
WEF 1/35 75.5623.9353.0 100
AD VB4 GELB 04.326.2153.8 10
AD 4/4 GELB 04.343.5856.8

WKI 10/35

fine stranded
1-10 mm?
No. 16-6 AWG
No. 16-6 AWG
10 mm

nNe®
Type

WKI 10 SL/35

35x27x7,5EN 60715
35x27 x 15 EN 60715
9708/2 S35
WEF 1/35

API10-16 SL

AD VB 10 GELB

AD 10/1 GELB

solid/stranded
1.5 - 16mm? 800 V/8 kV/3*)

Part no. St

\%

600 V

d. pack

56.510.9255.0 50

98.300.0000.0
98.360.0000.0
75.522.8553.0
75.5623.93563.0

07.311.9555.0

04.326.2353.8

04.325.8553.8

100
100

10

10

A

18 mm




WKI 16 SL/35

fine stranded solid/stranded

1-16 mm? 1.5 -25mm? 400 V/6 kV/3*)

No. 12-4 AWG
No. 14-4 AWG
12 mm

ne

Type
WKI 16 SL/35

35x27x7,5EN 60715
35x27 x 15 EN 60715
9708/2 S35

API10-16 SL

AD VB 16 GELB

AD 16/1 GELB

600V
Part no. Std. pack
56.516.9255.0 50
98.300.0000.0 1
98.360.0000.0 1
75.522.85653.0 100
07.311.9555.0 10
04.326.2453.8 10
04.325.8653.8 10

V

M5

R

15

e 5
59

enclosed design

WKI 35 SL/35

fine stranded stranded
16-35mm? 16-50mm? 400 V/6 kV/3*)

UL pending
No. 10-2 AWG
16 mm

nNee
Type

WKI 35 SL/35

35x27x75EN 60715
35x27 x 15 EN 60715
9708/2 S35

AD VB 10 GELB

AD 35/1 GELB

\Y

13 mm

Part no. Std. pack

56.535.9255.0

98.300.0000.0
98.360.0000.0
75.522.8553.0

04.326.2353.8

04.325.8753.8

20

1
1
100

10
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PEN assembly block with screw connection
for junction boxes, type WKI...

selos BIT

EN 60 947-7-1, EN 60 947-7-2
UL ratings

CSA ratings

Width

Approvals

PEN assembly block

Accessories

-

2. End clamp for TS 35, with screw

1.5 mm thick
1.5 mm thick
1.5 mm thick
2 mm thick

3. End plate

End plate
2 mm thick
2 mm thick
4. Partition plate

insulated

i

Partition plate with marking facility

~

Cover with marking facility

©

Cover with warning symbol over 4 blocks
Cover with warning symbol for 1 block
9. Busbar

10.Connector clamp for busbar
16 mm?
35 mm?
11.Busbar support
Busbar support

84

. Mounting rail TS 35, DIN rail 7.5mm high
Mounting rail TS 35, DIN rail 15mm high

End clamp for TS 35, without screws

5. Cross connector with screws (jumper bar)

E-Cu 10 x 3 mm, tin-plated, Iy =140 A
E-Cu 10 x 3 mm, unplated, Iy =140 A

Wire strip length

Color: green/yellow — blue

L=2m
L=2m

8 mm wide
8 mm wide
Color: gray
Color: blue
Color: green
Color: gray
Color: blue
Color: green
Color: gray
Color: blue
2pole
3pole
4pole
5pole
6pole
Color: yellow
Color: yellow
Color: yellow
Color: yellow

L=1m
L=1m

8.5 mm wide
17 mm wide
4 mm wide
8 mm wide

Marking accessories see page 48/49 and page 90/91
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WKI 10 PEN/35

fine stranded  solid/stranded Y A
1-10mm?2  1.5-16mm? 400 V/6 kV/3 57
No. 16-6 AWG 600V 65/65
No. 16-6 AWG 600V 70
20 mm 18 mm
Type Part no. Std. pack

WKI 10 PEN/35

35x27x7,5EN 60715
35x27 x 15 EN 60715
9708/2 S35
WEF 1/35

APl 10-16 BLAU

TS 10 GELB
AD VB 10 GELB

ADI 10/1 GELB

56.510.9455.0 20

98.300.0000.0 1
98.360.0000.0 1
75.522.8553.0 100
75.5623.9353.0 100

07.311.94556 10

07.311.2363.8 10
04.326.2353.8 10

04.325.8553.8 10

WKI 16 PEN/35

fine stranded  solid/stranded V A
1-16 mm? 1.5-25mm? 400 V/6 kV/3 76
No. 12-4 AWG 600V 65/65
No. 14-4 AWG 600V 95
24 mm 16 mm
Type Part no. Std. pack

WKI 16 PEN/35

35x27x7,5EN 60715
35x27 x 15EN 60715
9708/2 S35

API10-16 BLAU

TS 16 GELB
AD VB 16 GELB

AD 16/1 GELB

56.516.9455.0 20

98.300.0000.0 1
98.360.0000.0 1
75.522.8553.0 100

07.311.94556 10

07.311.2453.8 10
04.326.2453.8 10

04.325.8653.8 10




ETT

261

- 5.5

WKI 35 PEN/35

fine stranded stranded \ A
16-35mm?  16-50mm? 400 V/6 kV/3 125
No. 10-2 AWG 600V 95/95
No. 10-2 AWG 600V 110
32 mm 13 mm
Type Part no. Std. pack

WKI 35 PEN/35 56.5635.94556.0 10

35x27x7,5EN 60715
35x27 x 15 EN 60715

98.300.0000.0 1
98.360.0000.0 1

9708/2 S35 75.522.8553.0 100
API 35 BLAU 07.311.88556.6 10
TS 35 GELB 07.311.8653.8 10
AD 35/1 GELB 04.325.8753.8

PEN
L1
L2
L3

PE| N | L1|L2|L3

PE

L1

L3

PEN assembly block for junction box
IEC 947-7-2
EN 60947-7-2

Electrical power is often supplied to the
plant in a 4 conductor three phase system
(L1, L2, L3, and Ground). However, the
electrical equipment in the plant may
require a 5 conductor three phase system
(L1, L2, L3, N, and Ground). Therefore, it is
important to have a connection system to
accommodate both possibilities.

The Wieland WKI ... PEN/35 system
accomplishes this task. The PEN assembly
terminal block consists of a ground
terminal which is grounded to the DIN rail
and a neutral terminal (color coded blue)
which is electrically isolated from the DIN
rail. The two terminals are commoned via a
cross connector (jumper bar) thereby, tying
the neutral terminal to ground.

When using the PEN assembly terminal
block system, the DIN mounting rail only
acts as a grounding bus. Therefore, copper
mounting rail is not required and standard
zinc plated steel DIN can be used for
grounding purposes.

These assemblies have the same
symmetry as the corresponding feed
through terminals of the WKI series and
fit the height required for junction boxes
per DIN 43871 when using DIN rail size
35x27x7.5.
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Accessories for DIN rail Terminal blocks with screw connection

for junction boxes

selos BIT

Cross connectors (jumper bars)
for installation blocks

Type Part no. Std. pack
for terminal blocks type

WKI 4 D-D

WKI 4 DU

WKI 4 N-D-SL

WKI 4 NT-D-SL... (and variants)
WKI 4 NTN-D-SL

WKI 4 TKG-D-SL

WKI 4 D-D-SL

Cross connectors, uninsulated (jumper bars)
2pole 9703/6-2 77.211.0227.0 50
3pole 9703/6-3 77.211.0327.0 50
4pole 9703/6-4 77.211.0427.0 50
5pole 9703/6-5 77.211.05627.0 50
6pole 9703/6-6 77.211.0627.0 50

70pole 9703/6 M-70 77.211.0027.0 10

Cross connectors, insulated (jumper bars)
12pole VB WKI4-12 77.271.5227.0 10
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Insulated jumper combs
for installation blocks

Type Part no. Std. pack
for terminal blocks type

WKI 4 D-D

WKI 4 DU

WKI 4 N-D-SL

WKI 4 NT-D-SL... (and variants)

WKI 4 NTN-D-SL

WKI 4 TGK-D-SL

WKI 4 D-D-SL

0.5 mm thick, 6 mm spacing Color: yellow
2pole IVBO5WK4.-2  77.255.0227.0 10
3pole IVB0O5WK4.-3  Z77.255.0327.0 10
4pole IVB0,5WK 4. .- 77.255.0427.0 10
5pole IVBOSWK4.-5  Z7.255.0527.0 10
6pole IVBO5WK4.-6  Z77.255.0627.0 10
7pole IVBOSWK4.-7  Z7.255.0727.0 10
8pole IVB0,5WK 4. .- 77.255.0827.0 10
9pole IVB05WK4..- 77.255.0927.0 10
10pole IVBOSWK4.-10 Z7.255.1027.0 10
11pole IVBO5WK4.-11  Z7.255.1127.0 10
12pole IVBO,5WK4.-12  77.255.1227.0 10

© @ N > O~ W

1 mm thick, 6 mm spacing Color: yellow
2pole VB1WK4.-2  77.255.4227.0 10

3pole IVB1TWK4.-3  77.255.4327.0 10
4pole IVB1WK4.-4  77.255.4427.0 10
5pole IVB1WK4.-5  77.255.4527.0 10
6pole VB1WK4.-6  77.255.4627.0 10
7pole IVB1WK4.-7  77.265.4727.0 10
8pole IVB1WK4.-8  77.255.4827.0 10

9pole IVBT1TWK4.-9  77.265.4927.0 10
10pole IVB1WK4.-10  Z7.255.5027.0 10
11pole IVB1WK4.-11  7Z7.255.5127.0 10
12pole IVB1WK4.-12  77.255.5227.0 10

Cover with warning symbol
Type Part no. Std. pack
for terminal blocks type

Cover with warning symbol over 4 blocks

WK 4
AD 4/4 GELB 04.343.5856.6 10

Cover with warning symbol for 1 block
WKI 10

AD10/1GELB  04.325.8553.8 10

WKI 16
AD16/1GELB  04.325.8653.8 10

WKI 35
AD35/1GELB  04.325.8753.0 10




Uninsulated cross connectors
(jumper bars)
for feed-through blocks

Type Part no. Std. pack
for terminal blocks type

WK 4/U
2pole VBWK 4-2
3pole VBWK4-3
4pole VBWK 4-4

77.281.0227.0 10
77.281.0327.0 10
77.281.0427.0 10
5pole VBWK 4-5 77.281.0527.0 10
6pole VBWK 4-6 77.281.0627.0 10
70pole VBWK4M-70  Z7.281.0027.0 10

WKI 10/U
2pole VB WKI10-2 77.288.0227.0 10
3pole VB WKI10-3 77.288.0327.0 10
4pole VB WKI 10-4 77.288.0427.0 10
5pole VB WKI 10-5 77.288.0527.0 10
6pole VB WKI 10-6 77.288.0627.0 10
40pole VBWKI10M-40 Z7.288.0027.0 10

WKI 16/U
2pole VB WKI 16-2 77.289.0227.0 10
3pole VBWKI 16-3 77.289.0327.0 10
4pole VB WKI 16-4 77.289.0427.0 10
5pole VB WKI 16-5 77.289.0527.0 10
6pole VB WKI 16-6 77.289.0627.0 10
20pole VBWKI16 M-20  Z7.289.0027.0 10

Partition plates with marking
facility
Cover with marking facility

Type Part no. Std. pack
Partition plate with marking facility

Color: yellow
for terminal blocks type

WK 4/U

TS 4 YELLOW
WKI 10

TS 10 YELLOW

WKI 16
TS 16 YELLOW

WKI 35

TS 35 YELLOW
Cover with marking facility
for cross connector Color: yellow

for terminal blocks type

WK 4

AD VB 4 YELLOW
WKI 10

AD VB 10 YELLOW
WKI 16

AD VB 16 YELLOW

Insulated cross connectors
(jumper bars)
for feed-through blocks

Type Part no. Std. pack
for terminal blocks type
WK 4/U

2pole IVBWK 4-2 77.281.1227.0 10

3pole IVBWK4-3 77.281.1327.0 10
4pole IVB WK 4-4 77.281.1427.0 10
5pole IVB WK 4-5 77.281.1527.0 10
6pole IVB WK 4-6 77.281.1627.0 10
7pole IVBWK4-7 77.281.1727.0 10
8pole IVBWK4-8 77.281.1827.0 10
9pole IVB WK 4-9 77.281.1927.0 10
10pole IVBWK4-10 77.281.2027.0 10
11pole IVBWK4-11 77.281.2127.0 10
12pole VB WK 4-12 77.281.2227.0 10

WKI 10/U
2pole IVBWKN10-2  77.283.2227.0 10
3pole IVBWKN10-3  77.283.2327.0 10
4pole IVBWKN 10-4  77.283.2427.0 10
5pole IVBWKN 10-5  77.283.2527.0 10
6pole IVBWKN10-6  77.283.2627.0 10

WKI 16/U
2pole IVB WKI 16-2 77.284.9227.0 10
3pole IVBWKI 16-3 77.284.9327.0 10
4pole IVBWKI 16-4 77.284.9427.0 10
5pole IVB WKI 16-5 77.284.9527.0 10
6pole IVBWKI 16-6 77.284.9627.0 10

WKI 35/U
2pole VB WKI35-2 77.285.4227.0
3pole VB WKI 35-3 77.285.4327.0
4pole VB WKI 35-4 77.285.4427.0
5pole VB WKI 35-5 77.285.4527.0
6pole VB WKI 35-6 77.285.4627.0

o oo oo
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Accessories for DIN rail terminal blocks for

junction boxes

fasis BIT
selos BIT

Mounting rail 35 x 7.5
accord. to DIN EN 60715

Mounting rail 35 x 15
accord. to DIN EN 60715

Part no.

Type Part no.

Std. pack Type Std. pack

Mounting rail

35x27x75EN 60715
35x27x7.5EN 60715 slotted
35x27x7.5EN 60715 unplated

98.300.0000.0 1
98.300.1000.0 1
98.300.0010.0 1

35x 27 x 15 EN 60715
35x 27 x 15 EN 60715

98.370.0000.0 1
98.370.1000.0 1

1. Steel, galv. zinc-plated and dichromated,unslotted L =2 m
Steel, galv. zinc-plated and dichromated,slotted L =2 m

2. Steel, unplated unslotted L=2m

Steel, unplated slotted L=2m
3. Steel, hot-galvanized unslotted L=2m
Steel, hot-galvanized slotted L=2m
4. E copper unslotted L=2m
E copper slotted L=2m
5. Aluminium unslotted L=2m 98.750.0000.0 1 *
slotted L=1m 98.800.1000.0 1 *

98.330.0000.0 1 *
*available in North America only

6. Stainless steel unslotted L=2m

End clamp

5. End clamp for TS 35, with screw 8 mm wide

6. End clamp for TS 35, with screw 8/17.5 mm wide
with marking facility
for block assemblies

7. End clamp for TS 35, screwless 8 mm wide

8. End clamp for TS 35, screwless 8/17.5 mm wide
with marking facility
for block assemblies

9. Marking card in perforated sheets
(1 sheet = 100 single tags)
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Mounting rail 35 x 15
accord. to DIN EN 60715

Type Part no. Std. pack

35x27 x 16 EN 60715 98.360.0000.0 1

35x27x 15 EN 60716 ZN  98.360.0004.0 1

35x27x 156 EN607156 CU  98.380.0000.0 10

End clamp for TS 35
fixed with screw
Type Part no.

9708/2 S 35 75.522.8553.0

9708/2 BS/35 69.920.0553.0

04.019.0289.0

Std. pack

100

100

10

End clamp for TS 35
fixed without screw

Type

WEF 1/35

WEF 1 BS/35

WKIF SH/E/35

BS/R

Part no.

75.523.9353.0

69.920.1053.0

71.108.8453.0

74.243.8453.0

04.019.0289.0

Std. pack

100

100

10

10
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Marking accessories for DIN rail terminal blocks

for junction boxes

fasis BIT
selos BIT

Material:
Polyamide 66/6
Color: black figures on white background

DIN rail terminal blocks, type WKF, can take

in marking tags on both sides on top of the block
in a 3-chamber slot. It can be either 3 single
number tags from the tear-off marking strip , or
single tags, or marking strips.

1. Marking strips marked
and unmarked, made from Polyamide 66/6,
suitable for10 blocks in a row.

Marking 1-10, 11-20 etc. up to 991-999.
Type 9705 A/5/10 (5 mm spacing)

for terminal blocks type WKIF 2.5...
Type 9705 A/6/10 (6 mm spacing)

for terminal blocks type WK/WKF 4...
Type 9705 A/5/10/5 B (10 mm spacing)
for terminal blocks type WKI/WKF 10...
Type 9705 A/6/10/5 B (12 mm spacing)
for terminal blocks type WKI/WKIF 16...
Type 9705 A/8/10/5 B (16 mm spacing)
for terminal blocks type WKI 35...

2. Tear-off marking strip with 10 marking
tags, made from Polyamide 66/6, white,
marked and unmarked.

This marking system considerably
reduces the time required for marking
terminal block rows. For numerical
marking of terminal block rows

only 11 stock positions are required.
As the time used for picking and
attaching the tags is reduced, and as
stockkeeping is low and the prices
extremely favorable , enormous cost
savings are the result from using
these tear-off marking strips.

Type 9704 A...
(see page 180)

3. Single marking tag made from white
Polyamide 66/6, marked and unmarked.
Type 9705 A...
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Marking computer
in system kit
Type Part no.

Std. pack
Marking computer for markingcards

marcom 2 95.502.0000.0 1

Description

wieland marcom 2 is a freely programmable marking
computer for marking tags of DIN rail terminal

blocks, pluggable connectors, cables and switching
devices. The program technology with flexible

menu control produces excellent results requiring only
few input. Entry of a sequence of figures is
automatically limited by the parameters of the selected
marking tags, making wrong print-out impossible.
Repeated operations can be saved as so-called JOBs
and are therefore immediately available for print-out
without further entries. The computer disposes of a
large number of fonts, with numerical, alphanumerical
(small/capital letters) and symbolic characters.
marcom 2 is powered by an attached power supply.
For a mains-independent operation, the marcom 2
Power Pack is available.

Marking tag plates for marcom 2
9705 A/5/10/11 marcom  Z4.242.5053.0 10

9705 AL/5/10/6 marcom  Z4.242.5153.0 10
9705 A/6/10/11 marcom  Z4.242.6053.0 10
9705 AL/6/10/6 marcom  Z4.242.6353.0 10

9705 A/8/10/7 marcom  Z4.242.8053.0 10

All terminal block widths

Type Part no.
Single marking tag, unmarked
9705 A 04.242.0850.0 500
Single marking tag, marked

9705 AB* 04.842.0850.0 500

Std. pack

Single marking tag, unmarked
with enlarged marking area
9705 AL 04.242.1553.0 500

Single marking tag, marked

for enlarged marking area
9705 ALB 04.842.1553.0 500

*Custom marking upon request




2,5 mm?2/5 mm Width

Type Part no. Std. pack
Marking strips, unmarked
9705 A/5/10 04.242.5053.0 25

Marking strips, marked

9705A/5/9B  1-9 04.842.4953.0 25

9705 A/5/108* 04.842.5053.0 25

9705A/5/10B 1 -10 04.845.01563.0 25
11-20 04.845.0253.0 25
21-30 04.845.03563.0 25
31-40 04.845.0453.0 25
41-50 04.845.05653.0 25
51 - 60 04.845.0653.0 25
61-70 04.845.07563.0 25
71-80 04.845.0853.0 25
81-90 04.845.0953.0 25
91-100  04.845.1053.0 25

@ (10 x) 04.855.0063.0 25
=+ (10x) 04.855.01563.0 25
+ (10 x) 04.855.0263.0 25
- (10 x) 04.855.03563.0 25
LT (10x) 04.855.0453.0 25
L2 (10 x) 04.855.0653.0 25
L3 (10 x) 04.855.0653.0 25
PE (10 x) 04.8565.0753.0 25
SL (10 x) 04.855.3153.0 25
N (10 x) 04.855.3253.0 25
F1 (10 x) 04.855.0953.0 25
F2 (10 x) 04.855.1063.0 25
L1,12,13,N,PE (2 x) 04.855.0853.0 25

with enlarged marking area
9705 AL/5/10 04.242.5153.0 25
*Custom marking upon request

=\ ﬁ-(mT -
e ALk
\1‘( (g TAL
4 mm?/6 mm Width
Type Part no. Std. pack
Marking strips, unmarked
9705 A/6/10 04.242.6053.0 25

Marking strips, marked

9705A/8/9B  1-9 04.842.5953.0 25

9705 A/6/10 B* 04.842.6053.0 25

9705A/6/108 1-10 04.846.0153.0 25
11-20 04.846.0253.0 25
21-30 04.846.0353.0 25
31-40 04.846.0453.0 25
41-50 04.846.0553.0 25
51-60 04.846.0653.0 25
61-70 04.846.07563.0 25
71-80 04.846.0853.0 25
81-90 04.846.0953.0 25
91-100  04.846.1053.0 25

@ (10x) 04.856.0053.0 25
=+ (10 x) 04.856.01563.0 25
+ (10 x) 04.856.0253.0 25
- (10 x) 04.856.0353.0 25
L1 (10x) 04.856.0453.0 25
L2 (10 x) 04.856.05653.0 25

)
)
)
)
)
)
L3 (10 x) 04.856.0653.0 25
)
)
)
)
)
X)

PE (10 x) 04.856.0753.0 25
SL (10 x) 04.856.3153.0 25
N (10 x) 04.856.3253.0 25
F1 (10 x) 04.856.0953.0 25
F2 (10x) 04.856.10563.0 25
L1,12,1L3,N,PE (2 x) 04.856.0853.0 25

with enlarged marking area
9705 AL/6/10 04.242.6353.0 25
*Custom marking upon request

gaaay
gaa

Yrtrarai© '"ﬂ“ﬂ
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10 mm?2/10 mm Width
16 mmZ2/12 mm Width

35 mm?2/16 mm Width

Type Part no. Std. pack
10 mm?2/10 mm Width

marked for 5 blocks (every 2nd tag) *
9705 A/5/10/5B 04.842.5553.0 25

16 mm?2/12 mm Width

marked for 5 blocks (every 2nd tag) *
9705 A/6/10/5B 04.842.6553.0 25

35 mm?2/16 mm Width

marked for 5 blocks (every 2nd tag) *
9705 A/8/10/5B 04.842.8553.0 25

* indicate required marking with part no.
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DIN rail terminal blocks
with screw connection, type WKN

selos

Rising cage clamp connection up to 150 mm2
Standard DIN rail terminal blocks

Fuse blocks

Disconnect blocks

Duo feed through blocks /
multi-tier blocks

Initiator /
actuator blocks

Micro modular feed through blocks for TS 35

selos accord. to US standard UL 94 V-0
m Elastic clamping body

® Rated cross section: 2.5 to 1560 mm?
m Connection range: 0.5 to 185 mm?

m Universal foot

All Wieland Components which require C€ general certification are
C€ certified, and identified with the C€ logo.
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DIN Rail Terminal Blocks

Screw Connection, Type WKN



DIN rail terminal blocks
with screw connection, type WKN

selos

25mm? 4 mm?
(12 AWG) (10 AWG)

Feed-through
blocks I mS w
2,5-150mm? e | it

12 AWG - 350 MCM = =/

2,5-150mm?
12 AWG - 350 MCM

Neutral
disconnect blocks

Ground
blocks

6 mm? 10 mm? 16 mm?
(8 AWG) (6 AWG) (4 AWG)

’ 3 {
B ol
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S - »
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Disconnect
lever
fuse block

Fuseblock

with
indicator

Feed-through
block

Fuse blocks

Disconnect
block with
diode plug

Disconnect-
block with
fuse holder

Knife edge
disconnect

block 4:,1":3-.

Invertible
plug
disconnect
block

Feed-through et
block

Disconnect
blocks




70 mm?
(2/0 AWG)

cage clamp

Connector clamps for
busbars

¢

2.5 mm?
(12 AWG)
. i i~
Feed-through Pere
block with 5
solder i il‘l
connection i
o /.
Feed-through 5’;\“ "
block iy -

Groundblock

Micro modular feed
through blocks TS15

4 mm? 4 mm?
(10 AWG) (10 AWG)
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W
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Four-tier :
feed-through
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DIN rail terminal blocks
with screw connection, type WKN

selos

WKN provides ...
O Rising cage clamp technology

0 Elastic clamping body

O One piece threaded collar

[0 Rated cross section
2.5 - 150 mm?
12 AWG - 350 MCM

0 Connection range
0.5 - 185 mm?
24 AWG - 350 MCM

00 Universal foot for
— TS35 accord. to DIN 60715
— TS32 accord. to DIN 60715

[0 Terminal is centered on the rail.

0 Guided screwdriver access

0 4-sided Funneled wire entry

00 The terminal blocks are delivered the
clamping body in the open position

Application advantages

- Low contact resistance due to large
surface area

- High and stable contact force

- Vibration proof contact — low
maintenance

- Guaranteed functionality, even after
repeated tightening and loosening of the
screws

- Solid, fine stranded and stranded wires
can be connected to the WKN terminal
blocks without the use of ferrules

- If ferrules are used, the rated cross
section does not have to be reduced

— One terminal for all common mounting
rails

— Error free mounting foot provides clear
identification of terminals mounted
incorrectly

- Mounting safety

- When pneumatic or electric screwdrivers
are used, the screwdriver guide prevents
the blade from slipping of the screw head.

- Safe and rapid installation of the wire

- Stranded and fine stranded wires can
easily be inserted in the terminal block
even without ferrules

- Reduces installation time



00 Captive hardware

Material
O Special alloys and surface treatment
O Low contact resistance

0 High resistance to corrosion

DQS certificates for all product families

0 Quality standard as per DIN ISO 9001
in Development, Production, Assembly

O Continued control of the
quality standard by means of regular
internal and external quality audits

O Compatible with certificates of other
countries:

BSI Certificate, Great Britain

SQS Certificate, Switzerland
Aib-Vincotte Certificate, Belgium

— OQS Certificate, Austria

Various German and international approvals
are available for feed-through terminal blocks.
They are indicated in detail on the
corresponding product pages. The feed-
through blocks of series WK/WKN are
approved for the increased-safety type of
protection Eex “e" accord. to DIN EN
50019/VDE 0170/0171 part 6 where indicated.
No type test is required for the Eex “i" type of
protection.

- The clamping screws are securely
held within the insulating housing.

- Tapered plastic fins in the screw
turret grip the screw head to ensure a
secure connection

- The screw design prevents the screw
from comming out of the clamping
body. Turning the screwdriver
counter clockwise will cause the
screw to spin in the idle position. This
guarantees safe installation when
using
pneumatic or electric screwdrivers.

Metal parts:

O Current carrying bar: tin pated; brass
or copper

O Clamping body and clamping screws:
steel, zinc-plated and dichromated

Insulating_housing:

0 Use of Polyamide 66/6
for its excellent chemical and
mechanical properties
(for more information see section
facts & DATA)

O Material accord. to US standard
UL 94-V0

Accessories:
0 Stamped components: bright copper

O Test bolts and switchable connecting
links: galvanized copper alloy

You can use our wieplansoftware to
configure your own terminal block
assemblies

(see page 10/11).

Note:

The information regarding cross
sectional area and connection types
pertains to unprepared wires without
ferrules.

The voltage ratings apply to the
terminals in their intended application.
When different products are mounted
adjacent to each other, the proper
isolation distances must be adhered to.
For this purpose, Wieland offers a large
selection of appropriate accessories.

A detailed description of technical data,
the standards’ requirements, and the
application conditions can be found in
part facts & DATA.
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DIN rail terminal blocks
with screw connection, type WKN

selos

Marking accessories

0 Single marking tags to match the
terminal block spacing

0 Snap-on marking strips (10 individual
marking tags per strip) for rapid marking

O Tear-off marking strips marking up to
3-digits per terminal block

Cross connection (jumpering)

[0 Potential commoning can be achieved by
means of cross connectors (jumpers) or
jumper bars

O Insulated and uninsulated cross
connectors are available in 2-12 pole
configuration. Uninsulated versions are
also available in larger pole configurations
which can be cut to order.

Jumper combs

O Number of poles: 2 to 12; with cut-to-
order strips higher pole configurations
can be achieved

Cover with warning symbol

O Cover with warning symbol to snap on
to blocks which remain live when the
main switch is disconnected (VDE
0113)

Partition plates

O Full rated voltage is maintained when
using partition plate with cross
connectors (jumpers).

O Custom marking upon request

O Cross connectors (jumpers) are
mounted in the center thread of the
current carrying bar

O They are preassembled for easy
installation and the screws are secured
against accidental loosening.

O In order to keep the rated voltage, end
plates partitions or partition plates must
be used

O Terminal blocks of different potentials
must be mounted in staggering order

0 When using jumper combs you must
insert the comb and the wire together in
the clamping body

0 AWG must be reduced to the next size
when using jumper combs

0 All insulated cross connectors IVB WK...
and insulated jumper combs VK WK...
are protected against accidental contact
accord. to VBG 4

[ The cover can only be removed with a
screwdriver

O Can be installed post assembly

0 The partition plates can only be
removed with a screwdriver

0 The cross connector covers protect
the user against accidental contact

O Various marking options are available
with the standard Wieland marking
system



Protection against accidental contact
for cross connectors

Switchable connecting links

Test sockets

Test plugs

Shorting plug

Partition plates

End plates

In addition to the partition plates you can
use covers to protect the uninsulated
cross connectors against accidental
contact. They snap on tight and can be
marked with the Wieland marking
accessories.

O Shorts two terminals together and
provides a separable connection

O Mounted to the center thread of the
current carrying bar on the terminal
blocks

0 Stud bolts for test plugs and cross
connector plugs are mounted on the
center thread of the current carrying
bar on the terminal blocks

O Test plugs with locking levers can be
snapped together in any pole
configuration

O Partition plates optically separate

different terminal block groups, and are

required to keep the air and creepage
distances when cross connectors of
different potentials are mounted
adjacent to each other

0 For safety reasons the partitions are
constructed in a way that they can
only be removed together with the
neighboring terminal block

You can use our wieplan software to
design your own terminal block
assemblies

(see page 10/11).

99




DIN rail terminal blocks

with screw connection, type WKN

selos
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Item Description

0 N O oA W N -

11
12
13
14
15
16

17
18
19
20

21
22
23

24
25
26
27

28
29
30

Feed through block
Feed-through block, blue
Ground block

Feed through block
Disconnect block

Knife edge disconnect block
Feed through block
Feed-through block, blue
Ground block

Feed through block
Feed-through block, blue
Ground block

Fuse block

Feed through block
Feed-through block, blue
Ground block

Partition
End plate

Cover strip with warning symbol

over 4 blocks
Partition plate, yellow

Single cover for cross conn. with mark. facil.
Cross connector with screws, insulated

Jumper comb, insulated

Test plug

Stud bolt for test plug

Fuse holder with indicator
Diode plug, without contacts

Marking strip
End clamp with U-foot
Mounting rail

Type

WK 4/U

WK 4/U BLAU
WK 4 SL/U

WK 2,5/U

WK 4 TKG/U

WK 4 TKM/U
WK 6/U

WK 6/U BLAU
WK 6 SL/U

WKN 10/U

WKN 10/U BLAU
WKN 10 SL/U
WK 10 SI/U 5x20
WKN 35/U

WKN 35/U BLAU
WKN 35/U

TW 2,5-4

AP 2,5-4

AD VB 6/4 GELB
TS 2,56 GELB

AD VB 2,5 GELB
IVB WK 6-3
IVB 0,5 WK 4-3

ST 2/2,3
9011B
SIST LED
DIST

9705 A/8/10 B
WE 1/U

35x27x7,5 slotted

Part number
57.504.0055.0
57.504.0055.6
57.504.9055.0
57.503.0055.0
57.504.4055.0
57.504.2055.0
57.506.0055.0
57.506.0055.6
57.506.9055.0
57.510.0155.0
57.510.0155.6
57.510.9055.0
57.910.5055.0
57.535.0155.0
57.535.0155.6
57.535.9055.0

07.311.1165.0
07.311.0155.0
04.343.4856.8

07.311.2053.8

04.326.2053.8
77.282.2327.0
77.255.0327.0

75.553.2921.0
05.508.3221.0
21.299.4165.0
71.299.3165.0

04.842.0153.0
75.523.5753.0
98.300.0000.0




Feed-through blocks
type WK/ WKN

selos

Mounting instructions for
EEx e applications

— If feed-through blocks are mounted
directly adjacent to feed-through blocks
of a different size, or directly adjacent
to ground blocks, the open side of a
group of the same type of blocks has
to be covered by an end plate or
partition.

— If neighboring terminal blocks are
jumpered by a cross connector, the
required isolation distances have to
be maintained by inserting either a snap-
in partition plate (without increasing
pitch), an end plate, or a partition
between the different block groups, in
front of or behind the cross-connected
terminal block group.

" EEx e terminal blocks are subject to certification. The relevant
indications in the certificate apply (e.g. 660V)

2 Part certificates for EEx e approval: EEx e I/Il L CIE
89.B0013 U; EEx e Il ASEV 91.1 B11638U

UL wire connection variants

¥ or 2x no. 14 sol/str AWG
or 2x no. 16 sol/str AWG
or 2x no. 18 sol/str AWG
or 3x no. 20 sol/str AWG or 3x no. 22 sol/str AWG
or 2x no. 12 sol/str AWG
or 2x no. 16 sol/str AWG
or 3x no. 18 sol/str AWG or 3x no. 22 sol/str AWG
9 or 2x no. 12 sol/str AWG
or 2x no. 14 sol/str AWG
or 3x no. 16 sol/str AWG
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EN 60 947-7-1/DIN VDE 0611T1

UL-ratings field/factory wiring
CSA ratings

Width Wire strip length
Approvals

Feed through block Color: gray
Feed-through block EEx i Color: blue
Feed-through block EEx e" Color: gray

Accessories
1. Mounting rail TS 35, DIN rail Z5mm high L =2m
Mounting rail TS 35, DIN rail, 15mm high L =2m

Mounting rail TS 32, G rail L=2m
2. End clamp with U-foot 10 mm wide
End clamp TS 35, with screw 8 mm wide

End clamp TS 32, with screw 7.5 mm wide

3. End plate, 1.5 mm thick Color: gray
Color: blue
End plate, 2 mm thick Color: gray
Color: blue
4. Partition, 1.5 mm thick Color: gray
Color: blue
Partition, 2 mm thick Color: gray
Color: blue
Partition, 3 mm thick Color: gray
Color: blue

5. Cross connector with screws, E-Cu
insulated (jumper) 2pole
3pole
to 12pole

6. Single cover f. cross conn. with mark.facility

7. Snap-In partition

8. Cover strip f. cross conn. over 10 blocks with test hole
Cover strip with warning symbol over 4 blocks

For more accessories see pages 160-177

For marking systems see pages 178-179 and 200-202
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WK 2,5/U
fine stranded solid Vv A
05-25mm? 0.5-4mm? 800V/8kV/3 24
No. 22-12 AWG 600V  20/30
No. 24-12 AWG 600 V 25
5 mm 9 mm

@ & @) sevEex o\ @ O QO @ @ [ & © 18 LoE
NG BKl-EEx@@@

Type Part no. Std. pack
WK 2,5/U 57.503.0055.0 100
WK 2,5/U BLAU 57.503.0055.6 100
WK 2,5/U 2 57.503.0055.0 100
35x27 x75EN 60715 98.300.0000.0 1
35x24 x 15EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1
WE 1/U 75.523.5753.0 100
9708/2 S35 75.522.8553.0 100
9708 75.522.7053.0 100
AP25-4 07.311.0155.0 10
AP 2,5-4BLAU 07.311.0155.6 10
TW25-4 07.311.1155.0 10
TW2,5-4BLAU 07.311.1155.6 10
IVBWK 2,5 -2 77.280.2227.0 10
IVBWK25-3 Z77.280.2327.0 10
IVBWK 2,5-12 77.280.3227.0 10
AD VB 2,5 GELB 04.326.2053.8 10
TS 2,5 GELB 07.311.2053.8 10
AD VB 5/10 P GELB 04.342.3556.8 10
AD VB 5/4 GELB 04.343.4756.8 10

* CL I, ZN1, AExe Il / **CL 1, ZN1, Exe Il pending
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WK 4/U
fine stranded solid Vv
05-4mm? 05-6mm? 800 V/8 kV/3
No. 22-10 AWG ? 600V
No. 20-10 AWG 600 V

6 mm

@ & @) seveEx o\ @ DO @ @ KE & © 18 LCE

N @ EERSH @ ®

Type

WK 4/U

WK 4/U BLAU
WK 4/U?

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32
WE 1/U

9708/2 S35

9708

AP25-4

AP 2,5 -4 BLAU

TW25-4
TW25-4BLAU

IVBWK 4 -2
IVBWK4 -3

IVB WK 4 - 12

AD VB 4 GELB
TS 4 GELB

AD VB 6/10 P GELB
AD VB 6/4 GELB

* CL 1, ZN1, AExe Il / **CL 1, ZN1, Exe Il pending

Part no. Std.
57.504.0055.0
57.504.0055.6
57.504.0055.0

98.300.0000.0
98.360.0000.0
98.190.0000.0
75.523.5753.0
75.522.8553.0
75.522.7053.0
07.311.01565.0
07.311.01565.6

07.311.1155.0
07.311.1165.6

77.281.1227.0
77.281.1327.0
77.281.2227.0
04.326.2153.8
07.311.21563.8
04.342.3656.8
04.343.4856.8

pack

100
100
100

100
100
100
10
10

10
10

10
10
10
10
10
10
10

M4

WK 6/U

fine stranded  solid \
05-6mm? 25-10mm? 800 V/8 kV/3
No. 22-8 AWG 600 V
No. 20-8 AWG 600 V

8 mm

@ @ @) seveex o\ @ DO @ @ E8 & O 18 LoE

AN QeSS H®

Part no. Std. pack

Type

WK 6/U

WK 6/U BLAU
WK 6/U 2

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32
WE 1/U

9708/2 S35

9708

AP 6

AP 6 BLAU

TW6
TW 6 BLAU

IVBWK6 -2
IVBWK6 -3

IVB WK 6 - 12

AD VB 6 GELB

TS 6 GELB

AD VB 8/10 P GELB
AD VB 8/4 GELB

* CL I, ZN1, AExe Il / **CL I, ZN1, Exe Il pending

57.506.0055.0
57.5606.0055.6
57.5606.0055.0

98.300.0000.0
98.360.0000.0
98.190.0000.0
75.5623.5753.0
75.522.8553.0
75.5622.7053.0
07.311.02556.0
07.311.0255.6

07.311.1255.0
07.311.1255.6

77.282.2227.0
77.282.2327.0
77.282.3227.0
04.326.2253.8
07.311.2253.8
04.342.3856.8
04.343.4956.8

100
100
100

100
100
100
10
10

10
10

10
10
10
10
10
10
10

F

595
62,5

WKN 10/U

fine stranded
25-10mm? 15-
No. 16-6 AWG ®
No. 16-6 AWG

10 mm

solid/stranded

16 mm?

\Y

800 V/8 kV/3
600V
600 V

A

57
65/65
70
13 mm

@ e @ sevex N DO @O O » §Y *

@ e S @

Type

WKN 10/U
WKN 10/U BLAU
WKN 10/U

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32
WE 1/U

9708/2 S35

9708

APN 10

APN 10 BLAU

TWN 10
TWN 10 BLAU

IVB WKN 10 - 2

IVB WKN 10 - 3

IVB WKN 10 - 12
AD VB 10 GELB

TS 10 GELB

AD VB 10/10 P GELB
AD VB 10/4 GELB

* CL I, ZN1, AExe Il / **CL I, ZN1, Exe Il pending

Part no. Std. pack
57.510.0155.0 50
57.5610.0155.6 50
57.5610.0155.0 50
98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1
75.523.5753.0 100
75.522.8553.0 100
75.522.7053.0 100
07.311.6655.0 10
07.311.6655.6 10
07.311.7655.0 10
07.311.7655.6 10
77.283.2227.0 10
77.283.2327.0 10
77.283.3227.0 10
04.326.2353.8 10
07.311.2353.8 10
04.342.4056.8 10
04.343.5056.8 10
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Feed through blocks
type WKN

selos

Mounting instructions for
EEx e applications

— If feed-through blocks are mounted
directly adjacent to feed-through
blocks of a different size, or directly
adjacent to ground blocks, the open
side of a group of the same type of
blocks has to be covered by an end
plate or partition.

— If neighboring terminal blocks are
jumpered by a cross connector, the
required isolation distances have
to be maintained by inserting either
a snap-in partition plate (without
increased pitch), an end plate, or a
partition between the different block
groups, in front of or behind the

cross-connected terminal block group.

*

with CCA certificate

EEx e terminal blocks are subject to certification. The
relevant indications in the certificate apply (e.g. 660V)
Part certificates for EEx e approval:

EEx e Il ASEV 91.1 B11638U
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UL-ratings field/factory wiring
CSA ratings

Width Wire strip length
Approvals

Feed through block Color: gray
Feed-through block EEx i Color: blue
Feed-through block EEx e*! Color: gray

Accessories
1. Mounting rail TS 35, DIN rail 7Z.5mm high L=2m
Mounting rail TS 35, DIN rail, 15mm high L =2m

Mounting rail TS 32, G rail L=2m
2. End clamp with U-foot 10 mm wide
End clamp TS 35, with screw 8 mm wide

End clamp TS 32, with screw 7.5 mm wide

3. End plate, 1.5 mm thick Color: gray
Color: blue

End plate, 2 mm thick Color: gray
Color: blue

Partition, 1.5 mm thick Color: gray
Color: blue

Partition, 2 mm thick Color: gray
Color: blue

Partition, 3 mm thick Color: gray
Color: blue

5. Cross connector with screws, E-Cu
insulated (jumper) 2pole
3pole
to 12pole
6. Single cover f. cross conn. with mark.facility
Partition plate with marking facility
Partition plate with cover
8. Cover strip for cross conn. over 10 blocks
Cover strip with warn. symb. over 4 blocks

For more accessories see pages 160-177

For marking systems see pages 178-179 and 200-202

59,3

WKN 16/U

fine stranded solid/stranded V A
4-16mm?  15-25mm? 800V/8kV/3 76
No. 12-4 AWG 600V 85/90
No. 14-4 AWG 600V 95
12 mm 15 mm

@ e @ seveex N @DO@OKEO K §Y *
@S Q@ ®

Type Part no. Std. pack
WKN 16/U 57.516.01565.0 50
WKN 16/U BLAU 57.516.0155.6 50
WKN 16/U 2 57.516.0155.0 50

35x27 x7,5EN 60715
35x 24 x 15EN 60715
9006 EN 60715 G-32

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1

WE 1/U 75.523.5753.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.5622.7053.0 100
APN 16 07.311.6755.0 10
APN 16 BLAU 07.311.6755.6 10
TWN 16 07.311.7755.0 10
TWN 16 BLAU 07.311.7755.6 10
IVB WKN 16 - 2 77.284.2227.0 10
IVB WKN 16 - 3 77.284.2327.0 10
IVB WKN 16 - 12 77.284.3227.0 10
TSN 16 GELB 07.311.8453.8 10
TSN AD 16 GELB 07.311.8553.8 10
AD VB 12/4 GELB 04.343.5156.8 10

* CL I, ZN1, AExe Il / **CL 1, ZN1, Exe Il pending




—
enclosed design
WKN 35/U
fine stranded stranded Y A
10-35 mm? 10-50 mm? 800 V/8kV/3 125
No. 10-2 AWG 600V 95/95
No. 10-2 AWG 600V 110
16 mm 18 mm
@EPM & @) sEvEEX @ DO @ @ @ ©) 1B R *
@ e S @
Type Part no. Std. pack
WKN 35/U 57.535.0155.0 20
WKN 35/U BLAU 57.535.0155.6 20
WKN 35/U 2 57.535.0155.0 20

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1

WE 2/U 75.523.5653.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.522.7053.0 100
TWN 35 07.311.7856.0 10
TWN 35 BLAU 07.311.7856.6 10
IVB WKN 35 - 2 77.285.2227.0 5
IVB WKN 35 -3 77.285.2327.0

IVB WKN 35 - 12 77.285.3227.0

AD VB 35 GELB 04.326.2553.8 10

AD VB 16/4 GELB 04.343.5256.8 10

* CL 1, ZN1, AExe Il / **CL 1, ZN1, Exe Il pending

enclosed design

WKN 70/U

fine stranded stranded V A
10-70 mm?  16-95mm? 800 V/8kV/3 192
No. 6-2/0 AWG 600V 175/175
No. 6-2/0 AWG 600 V 170
24 mm 24 mm
@@@sn&v&x@@ r"@?

BKIEEX S ) @

Type Part no. Std. pack

WKN 70/U 57.570.0155.0 20

WKN 70/U BLAU 57.570.0155.6 20

WKN 70/U? 57.570.0155.0 20
35x27x7,5EN 60715 98.300.0000.0 1

35x 24 x 15 EN 60715
9006 EN 60715 G-32

98.360.0000.0 1
98.190.0000.0 1

WE 2/U 75.523.5653.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.522.7053.0 100
TWN 70 07.311.7956.0 10
TWN 70 BLAU 07.311.7956.6 10

jumper bars unisulated see page 165
AD VB 70 GELB 04.326.2653.8 10
AD VB 24/4 GELB

04.343.5356.8 10

RENGT I, ZN1, AExe Il, Exe Il pending

917 M10

enclosed design

WKN 150/U
fine stranded stranded V A
35-150 mm? 35-185 mm? 1000 V/8 kV/3 309

No. 2/0 AWG - 350 kemil
No. 2/0 AWG - 350 MCM 1000V 365
28 mm 30 mm
a@svexa@OMN " @7 srreex S § @

600V 335/335

Type Part no. Std. pack
WKN 150/U 57.5697.01556.0 10
WKN 150/U BLAU 57.5697.0155.6 10
WKN 150/U 2 57.697.01556.0 10
35x27x7,5EN 60715 98.300.0000.0 1

35x 24 x 15 EN 60715
9006 EN 60715 G-32

98.360.0000.0 1
98.190.0000.0 1

WE 2/U 75.5623.5653.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.622.7053.0 100

jumper bars unisulated see page 165

AD VB 28/4 GELB 04.343.5456.8 10

V2 CL1, ZN1, AExe Il, Exe Il pending
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Neutral disconnect blocks
for installation with U-foot, type WKN

selos

EN 60 947-7-1/DIN VDE 0611 T1

UL -ratings/CSA ratings field/factory wiring
Width Wire strip length
Approvals

Neutral disconnect block Color: blue

Accessories
1. Mounting rail TS 35, DIN rail, 7.5 mm high L=2m

Mounting rail TS 35, DIN rail 15 mm high L=2m
Mounting rail TS 32, G rail L=2m
2. End clamp with U-foot 10 mm wide
End clamp TS 35, with screw 8 mm wide

End clamp TS 32, with screw 7.5 mm wide

3. End plate 1,5 mm thick Color: gray
Color: blue

End plate 2 mm thick Color: gray
Color: blue

4. Partition, 1.5 mm thick Color: gray
Color: blue

Partition, 2 mm thick Color: gray
Color: blue

Partition, 3 mm thick Color: gray
Color: blue

5. Busbar support 10 x 3 4 mm wide
6. Busbar E-Cu, 10 x 3 L=1m
Busbar, tin-plated, 10 x 3 L=1Tm

7. Connector clamps for busbar Farbe: blue

Connector clamps for busbar Color: unplated
8. Single cover f. cross conn. with marking facility

. Partition plate with marking facility

. Cover strip for cross conn. over 10 blocks

Cover strip with warn. symb. over 4 blocks

For more accessories see pages 160-177
For marking systems see pages 178-179 and 200-202

*)

For use in grounded networks 690/400 V
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Current carrying capability:
fine stranded: 4 mm? 25 A
solid: 6 mm? 30 A
WKN 4 ETK/U
fine stranded solid Vv A
05-4mm? 05-6mm” 400 V/6 kV/3*!
CSA No. 20-10 AWG 600V 25
6 mm 9 mm
BIISEEACACNE)
Type Part no. Std. pack
WKN 4 ETK/U 57.504.8155.0 100

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1

WE 1/U 75.5623.5753.0 100
9708/2 S35 75.522.8553.0 100
9708 75.5622.7053.0 100
APN 4 ETK 07.312.1165.0 10
WKI SH/U 01.108.3255.0 10
9813 M 98.290.0000.0 1
9813 M SN 98.290.1000.0 1
AD VB 4 GELB 04.326.2153.8 10

57
M5 54,25 M4
\/ A
A
o~
=]
J
U z
Current carrying capability:
fine stranded: 10 mm? 45 A
stranded: 16 mm? 50 A
WKN 10 ETK/U
fine stranded solid/stranded V A
1-10mm*  1-16mm* 400 V/6 kV/3*
CSA No.16-6 AWG 600V 45
10 mm 13 mm
9ec®R @
Type Part no. Std. pack
WKN 10 ETK/U 57.510.8155.0 50

35x27x75EN60715  98.300.0000.0 1

35x 24 x 15 EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1
WE 1/U 75.523.5753.0 100
9708/2 S35 75.522.8553.0 100
9708 75.5622.7053.0 100
APN 10 ETK 07.312.0955.0 10
WKI SH/U 01.108.3255.0 10
9813 M 98.290.0000.0 1
9813 M SN 98.290.1000.0 1
AD VB 10 GELB 04.326.2353.8 10




Connector clamps for Cu busbar
(10 x 3 mm), type WAK

593
M6 57,5 M5

Current carrying capability:

fine stranded: 16 mm? 62 A

stranded: 25 mm? 67 A EN 60 998-2-1 CCA/CH EN 60 998-2-1 CCA/CH
WKN 16 ETK/U WAK 16/2 WAK 35/2

fine stranded solid/stranded Vv A fine stranded stranded V A fine stranded stranded \ A
1-16mm?  1-25mm? 400 V/6 kV/3* 1,56-16mm? 10-16 mm? 76 16 -35mm? 16— 35 mm? 125
CSA No. 14-4 AWG 600V 65
12 mm 15 mm 8,4 mm 16 mm 17 mm 14 mm
®ec®He (PNG) PENG)
Type Part no. Std. pack Type Part no. Std. pack Type Part no. Std. pack
WKN 16 ETK/U 57.516.8155.0 50

35x27x75EN60715  98.300.0000.0 1
35x 24 x 15 EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1

WE 1/U 75.523.5753.0 100
9708/2 S35 75.522.8553.0 100
9708 75.522.7053.0 100
APN 16 ETK 07.312.0855.0 10
WKI SH/U 01.108.3266.0 10
9813 M 98.290.0000.0 1
9813 M SN 98.290.1000.0 1
WAK 16/2 BLAU 30.494.3021.6 100 WAK 35/2 BLAU 30.494.4021.6
WAK 35/2 30.494.4121.0 50
AD VB 16 GELB 04.326.2453.8 10
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Ground blocks
type WK/WKN ... SL/U

selos

EN 60 947-7-2/DIN VDE 0611 T3

UL-ratings field/factory wiring
CSA ratings

Width Wire strip length
Approvals

Ground block with U-foot
EEx e ground block with U-foot"

Color: yellow/green

Accessories
1. Mounting rail TS 35, DIN rail, 7.5 mm high L=2m

Mounting rail TS 35, DIN rail, 155mm high  L=2m
Mounting rail TS 32, G rail L=2m
2. End clamp with U-foot 10 mm wide
End clamp TS 35, with screw 8 mm wide
End clamp TS 32, with screw 7.5 mm wide
3. End plate, 1.5 mm thick Color: gray
Color: blue
End plate, 2 mm thick Color: gray
Color: blue
4. Partition, 1.5 mm thick Color: gray
Color: blue
Partition, 2 mm thick Color: gray
Color: blue
Partition, 3 mm thick Color: gray
Color: blue

5. Cross connector with screws, E-Cu
insulated (jumper) 2pole
3pole
to 12pole

6. Single cover f. cross conn. with marking facility

. Snap-in partition plate with marking facility

. Cover strip for cross conn. over 10 blocks
Cover strip with warn. symb. over 4 blocks

For more accessories see pages 160-177

For marking systems see pages 178-179 and 200-202

*)

1)

2 Part certificates for EEx e approval: EEx e Il ASEV 91.1 B11638U
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enclosed design enclosed design
WK 4 SL/U WK 6 SL/U
fine stranded solid V A fine stranded solid Vv A
05-4mm? 05-6mm’ 800V/8kV/3* *¥ 05-6mm? 05-10mm? 800 V/8kV/3*¥  *¥
No. 22-10 AWG No. 22-8 AWG
No. 20-10 AWG No. 20-8 AWG
6 mm 9 mm 8 mm 12 mm

@EPM@SEV-EEX@@@@@ RRy* @** @EPM@SEV-EEX@@@@@ LR -\ e

BKI-EEx & ) @

Type Part no. Std. pack
WK 4 SL/U 57.504.9055.0 100
WK 4 SL/U? 57.504.9055.0 100
35x27x75ENB0715  98.300.0000.0 1
35x24x 15EN 60715 98.360.0000.0 1

9006 EN 60715 G-32 98.190.0000.0 1

* CL I, ZN1, AExe Il / **CL 1, ZN1, Exe Il pending

Ratings to adjacent feed-through blocks of the same series and size
**) For the current carrying capability of the mounting rail see section facts & DATA
EEx e terminal blocks are subject to certification. The relevant indications in the certificate apply (e.g. 660V)

BKIEEX S § @
Type

WK 6 SL/U

WK 6 SL/U?

35x27x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32

* CL I, ZN1, AExe Il /

Part no. Std. pack
57.506.9055.0 100
57.506.9055.0 100

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1

**CL I, ZN1, Exe Il pending
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enclosed design
WKN 10 SL/U
fine stranded solid/stranded V A

25-10mm? 15-16 mm? 800 V/g kV/3¥  *¥
No. 16-6 AWG

No. 16-6 AWG

10 mm 13 mm
@erm @) sEveX D@ OEEO B QY * @ **
BKIEEX S () @

Type Part no. Std. pack
WKN 10 SL/U 57.5610.9055.0 50
WKN 10 SL/U? 57.510.9055.0 50

35x27x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1

* CL 1, ZN1, AExe Il / **CL 1, ZN1, Exe Il pending
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enclosed design

WKN 16 SL/U

fine stranded solid/stranded V A
4-16mm?  1.5-25mm? 800 V/gkV/3*  *¥
No. 12-4 AWG

No. 14-4 AWG

12 mm 15 mm
@eru @) seveEx N D@ OO B Py * @ **
BKIEEx < ) @

Type Part no. Std. pack
WKN 16 SL/U 57.5616.9055.0 50
WKN 16 SL/U? 57.516.9055.0 50
35x27x75EN60715  98.300.0000.0 1

35x 24 x 15 EN 60715
9006 EN 60715 G-32

98.360.0000.0 1
98.190.0000.0 1

* CL I, ZN1, AExe Il / **CL |, ZN1, Exe Il pending
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enclosed design
WKN 35 SL/U
fine stranded stranded V A
10-35mm? 10-50 mm? 800 V/8 kV/3*  *¥
No. 10-2 AWG
No. 10-2 AWG
16 mm 20 mm

@erm @) sevex A D@ OIEO B QY * @ **
BIEEX S § @ ®

Type Part no. Std. pack
WKN 35 SL/U 57.5635.9055.0 20
WKN 35 SL/U? 57.535.9055.0 20
35x27x75EN60715  98.300.0000.0 1

35x 24 x 15 EN 60715
9006 EN 60715 G-32

98.360.0000.0 1
98.190.0000.0 1

* CL I, ZN1, AExe Il / **CL 1, ZN1, Exe Il pending
109




Ground blocks
with screw connection, type WKN

Selos 75.2 Mg ©

o~
For ground blocks of 70 mm? or more ‘q_; o~
. ; P
only mounting rails from E-copper must o a5
be used because of the current carrying s 5]
capability.
enclosed design available from October 2001
WKN 70 SL/U
fine stranded stranded V A
DIN VDE 0611 Teil 3/11.89, DIN VDE 0110/01.89 10-70 mm? 16-95mm? 800 V/8kV/3  **
UL-ratings field/factory wiring
CSA ratings CSA No. 6-2/0 AWG Pending
Width Wire strip length 24 mm
Approvals AN @
Type Part no. Std. pack
Ground block with U-foot Color: yellow/green | WKN 70 SL/U 57.570.9055.0
Ground block for TS 35 EN60715 Color: yellow/green

Accessories
1. Mounting rail TS 35, DIN rail, 7.5 mm high L=2m
Mounting rail TS 35, DIN rail, 15mm high L =2m | 35x24x15EN60715CU 98.380.0000.0 10

Mounting rail TS 32, G rail L=2m | 9006EN 60715 G-32 E-CU 98.220.0000.0 10
2. End clamp with U-foot 10 mm wide
End clamp TS 35, with screw 8 mm wide
End clamp TS 32, with screw 7.5 mm wide
3. End plate, 1.5 mm thick Color: gray
Color: blue
End plate, 2 mm thick Color: gray
Color: blue
4. Partition, 1.5 mm thick Color: gray
Color: blue
Partition, 2 mm thick Color: gray
Color: blue
Partition, 3 mm thick Color: gray
Color: blue

5. Cross connector (jumper) with screws, E-Cu
insulated 2pole
3pole
to 12pole
6. Single cover f. cross conn. with marking facility
7. Partition plate with marking facility
8. Cover strip for cross conn. over 10 blocks
Cover strip with warn. symb. over 4 blocks

For more accessories see pages160-177
For marking systems see pages 178-179 and 200-202 * CL 1, ZN1, AExe Il /Exe Il pending

**) For the current carrying capability of the mounting rail see section facts & DATA
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Ground blocks

for TS 35

9700 A/35E S 35

fine stranded stranded V A
35 mm? 50 mm? *x)

®9

Type

9700 A/35ES 35

35x27 x7,5EN 60715
35x 24 x 15 EN 60715

Part no. Std. pack

72.302.0621.0 25

98.300.0000.0 1
98.360.0000.0 1

9700 A/70E S 35

fine stranded stranded Vv
70 mm? 120 mm?

No. 6-2/0 AWG

No. 6-2/0 AWG

doned®

Type Part no. Std. pack
9700 A/70E S 35 72.302.0421.0 10

35x24x15EN60715CU 98.380.0000.0 10

Clamping screw stop-plate, Polyamide 66/6
Clamping body, nickel-plated brass
Screws: nickel-plated brass

Clamping foot: nickel-plated brass
Clamping spring: zinc-plated steel

Ik




Duo feed through blocks,

type WK 4/D...

selos

EN 60 947-7-1/DIN VDE 0611 T1
EN 60 947-7-2/DIN VDE 0611 T3

UL-ratings field/factory wiring
CSA ratings
Width Wire strip length
Approvals
Duo feed-through block 1/2 Color: gray
Color: blue
Duo feed-through block 2/2 Color: gray
Color: blue
Duo multi-tier block Color: gray

Duo ground block 2/2 Color: green/yellow

Accessories
1. Mounting rail TS 35, DIN rail, 7.6 mm high L =2m

Mounting rail TS 35, DIN rail 15 mm high  L=2m
Mounting rail TS 32, G rail L=2m
2. End clamp with U-foot 10 mm wide
End clamp TS 35, with screw 8 mm wide
End clamp TS 32 with screw 7.5 mm wide
3. End plate, 1.5 mm thick Color: gray
Color: blue
4. Partition, 1.5 mm thick Color: gray
5. Cross connector with screws, E-Cu
insulated (jumper) 2pole
3pole
to 12pole
6. Jumper comb for lower tier blocks
insulated 2pole
to Bpole
Jumper comb, straight, Tmm thick 2pole
to 6pole

7. Single cover f. cross conn. with marking facility

8. Partition plate with marking facility

9. Cover strip for cross conn. over 10 blocks
Cover strip with warn. symb. over 4 blocks

10. Cover with warning symbol

For more accessories see pages 160-177
For marking systems see pages 178-179 and 200-202
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WK 4/D 1/2 /U

fine stranded solid Vv A
05-4mm? 05-6mm? 500V/6KV/3 32
No. 22-10 AWG 600V 30
No. 20-10 AWG 600V 30
6 mm 9 mm
AVDOORN* @"SH®

Type Part no. Std. pack

WK 4/D 1/2 /U 57.504.5055.0 100

WK 4/D 1/2 /U BLAU 57.504.5055.6 100

35x27x7,5EN 60715
35x24 x 15EN 60715
9006 EN 60715 G-32

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1
WE 1/U 75.5623.5753.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.522.7053.0 100

AP4/D1/2 07.311.6455.0 10
AP 4/D 1/2 BLAU 07.311.6455.6

IVBWK4D...-2 77.281.7227.0 10
IVBWK4D...-3 77.281.7327.0 10
IVBWK4D...-12 77.281.8227.0 10
IVK WK 4/D...-2 77.256.2227.0 10
IVK WK 4/D...-6 77.256.2627.0 10
AD VB 4 GELB 04.326.2153.8 10
TS 4/15 GELB 07.311.2953.8 10

AD VB 6/10 GELB 04.342.0656.8 10

* CL I, ZN1, AExe Il / **CL 1, ZN1, Exe Il pending

WK 4/D 2/2 /U

fine stranded solid V A
05-4mm? 05-6mm? 500 V/6 kV/3 32
No. 22-10 AWG 600V 30
No. 20-10 AWG 600V 30
6 mm 9 mm
OAVDOOLN @ SO®

Type Part no. Std. pack

WK 4/D 2/2 /U 57.504.5155.0 100

WK'4/D 2/2 /U BLAU 57.604.5155.6 100

35x27x7,5EN 60715 98.300.0000.0 1

35x24 x 15 EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1
WE1/U 75.5623.57563.0 100
9708/2 S 35 75.522.8553.0 100

9708 75.522.7053.0 100

AP 4/D.. 07.311.6355.0 10
AP 4/D.. BLAU 07.311.6356.6 10
IVBWK4D...-2 77.281.7227.0 10
IVBWK4D..-3 77.281.7327.0 10
IVBWK4D..-12 77.281.8227.0 10
IVK WK 4/D...-2 77.256.2227.0 10
IVK WK4/D...-6 77.256.2627.0 10
AD VB 4 GELB 04.326.2153.8 10
TS 4/15 GELB 07.311.2953.8 10

AD VB 6/10 GELB 04.342.0656.8 10

* CL I, ZN1, AExe Il / **CL 1, ZN1, Exe Il pending




M3

48,5

53
56

¥ 500 V/6 kV/3 with partition plate 07.311.2953.8 between
two adjacent blocks

**) with partition plate 07.311.2953.8 between two adjacent
blocks

WK 4/D EU

v A
05-4mm?® 05-6mm? 320V/4kV/3¥ 26
No. 22-10 AWG 300 V**! 30
No. 20-10 AWG 600 V**! 30
6 mm 9 mm
OAVNDOORN* @SO®
Type Part no. Std. pack
WK 4/D EU 57.504.5255.0 100

35x27x75EN60715  98.300.0000.0 1
35x 24 x 15 EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1

WE 1/U 75.5623.57563.0 100
9708/2 S 35 75.522.85563.0 100
9708 75.522.7053.0 100
AP 4/D... 07.311.6356.0 10
AP 4/D.. BLAU 07.311.63566.6 10
IVB WK 4/DEU-2 77.271.0227.0 10
IVB WK 4 /DEU-3 77.271.0327.0 10
IVB WK 4/DEU-12 77.271.1227.0 10
IVK WK 4/D...-2 77.256.2227.0 10
IVK WK 4/D...-6 77.256.2627.0 10
AD VB 4 GELB 04.326.21563.8 10
TS 4/15 GELB 07.311.2953.8 10
AD VB 6/10 GELB 04.342.0656.8 10

* CL I, ZN1, AExe Il / **CL 1, ZN1, Exe Il

5 |

enclosed design

* For the ratings to adjacent feed-through blocks of
the same series and size and the current carrying capability of
the mounting rail see section facts & DATA

WK 4/D 2/2SL U

fine stranded solid V A
05-4mm? 05-6mm? 500 V/6 kV/3*

No. 22-10 AWG

No. 20-10 AWG

6 mm 9 mm
AVDOORN* @ SH®

Type Part no. Std. pack

WK 4/D2/2 SLU 57.504.9155.0 100

35x27x75EN 60715  98.300.0000.0 1
35x 24 x 15 EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1

* CLI, ZN1, AExe Il / **CL 1, ZN1, Exe |l
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Multi-tier blocks
type WK 4 E...

selos

EN 60 947-7-1/DIN VDE 0611 T1
EN 60 947-7-2/DIN VDE 0611 T3

UL-ratings field/factory wiring
CSA ratings
Width Wire strip length
Approvals
Multi-tier block Color: gray
Multi-tier block Color: black

Multi-tier block with inverted diode
Multi-tier block
Ground block

Color: orange
Color: red
Color: green/yellow

Accessories
1. Mounting rail TS 35, DIN rail, 7.6 mm high L =2m

Mounting rail TS 35, DIN rail 15 mm high  L=2m
Mounting rail TS 32, G rail L=2m
2. End clamp with U-foot 10 mm wide
End clamp TS 35, with screw 8 mm wide
End clamp TS 32 with screw 7.5 mm wide
3. End plate, 1.5 mm thick Color: gray
Partition, 1.5 mm thick Color: gray
5. Cross connector with screws, E-Cu

uninsulated for top tier 2pole
3pole
to 6pole

6. Jumper comb for lower tier block
angled, 1 mm thick insulation 2pole
to 6pole

Jumper comb for lower tier block
straight, Tmm thick insulated 2pole
to 6pole

7. Single cover f. cross conn. with marking facility

8. Snap-in partition plate with marking facility

9. Cover strip for cross conn. over 10 blocks
Cover strip with warning symbol over 4 blocks

For more accessories see pages 160-177
For marking systems see pages 178-179 and 200-202
" With end plates 500 V/6 kV/3
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WK 4 E/U
fine stranded solid Vv A
05-4mm? 05-4mm? 400V/6kV/3" 32
No. 22-10 AWG 300V 20
No. 20-12 AWG 300V 10
6 mm 9 mm

e@PweBEOorn’ " SQ0®

Type
WK 4 E/U

35x27x7,5EN 60715
35x24 x 15EN 60715
9006 EN 60715 G-32
WE 1/U

9708/2 S 35

9708

AP 4E

TWA4E

9215-2
9215-3

9215-6

IVBS WK 4 E-2
IVBS WK 4 E-6

IVB WK 4 E-6
AD VB 4/15 GELB

AD VB 6/10 E GELB

* CL I, ZN1, AExe Il

Part no.
57.404.7055.0

98.300.0000.0
98.360.0000.0
98.190.0000.0
75.5623.5753.0
75.522.8553.0
75.522.7053.0
07.311.4055.0
07.311.5055.0

77.210.3227.0
77.210.3327.0
77.210.3627.0

77.256.4227.0
77.256.4627.0

Std. pack

100

100
100
100
10
10

50
50
50

10
10

IVB WK 4 E-227.255.2227.0 10

77.255.2627.0
04.326.2953.8

04.342.2656.8

10
10

10

/ **CL 1, ZN1, Exe Il pending
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WK 4 E/U /VB
fine stranded solid V A
05-4mm? 0.5-4 mm? 400 V/6 kV/3 32
No. 22-10 AWG 300V 20
No. 20-12 AWG 300V 10
6 mm 9 mm

e@PweBOrNEeSQO®

Type Part no. Std. pack
WK 4 E/U/VB SCHWARZ 57.404.6955.1 100
35x27x7,5EN 60715 98.300.0000.0 1
35x24 x 15 EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1
WE 1/U 75.523.5753.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.522.7053.0 100
AP 4E 07.311.4055.0 10
TWA4E 07.311.5055.0 10

77.210.3227.0 50

77.210.3327.0 50

77.210.3627.0 50
IVBS WK 4 E-2 77.256.4227.0 10
IVBS WK 4 E-6 77.256.4627.0 10
IVB WK 4 E-2 77.255.2227.0 10
IVB WK 4 E-6 77.255.2627.0 10
AD VB 6/10 E GELB 04.342.2656.8 10
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Diode versions: 300 V max. LED version 24V DC max.
WK 4 E/U... WK 4 E/U...
fine stranded solid V A fine stranded solid V A
05-4mm? 0.5-4 mm? 05-4mm? 0.5-4 mm?
No. 22-10 AWG No. 22-10 AWG
No. 20-12 AWG No. 20-12 AWG
6 mm 9 mm 6 mm 9 mm
VOB NESOO® QVwOBOLNESHO®
Type Part no. Std. pack Type Part no. Std. pack
57.404.8355.5
WK 4E/U... 57.404.XX55.9 57.404.8055.9 o—g4—o 1 A/1000 V
WK 4 E/U... 57.404.XX55.5 with inverted diode
57.404.8255.5 o e
57.404.8155.9 i
’ : ) o—ea—0 1 A/1000 V
with inverted diode
35x27 x7,5EN 60715 98.300.0000.0 1
35x24x 15EN 60715 98.360.0000.0 1 57.404.7255.5 LED red OEN
R=22K
9006 EN 60715 G-32 98.190.0000.0 1 57.404.8755.5 LED gree 0.35 W
WE 1/U 75.523.57563.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.522.7053.0 100 75
AP 4E 07.311.4055.0 10 57.404.7455.9 LED red 5552\}\2/ K
TW4E 07.311.5055.0 10
57.404.7955.5 5 * o
4
57.404.8855.9 oo 1 AJ1000V
with inverted diodes
IVBS WK 4 E-2 77.256.4227.0 10 1 A/1000 V
IVBS WK 4 E-6 77.256.4627.0 10 57.404.8455.5 “ Eg\?\ls K
IVB WK 4 E-2 77.255.2227.0 10
IVB WK 4 E-6 77.255.2627.0 10 ”
1 A/1000 V
R=22K
57.404.6255.9 035 W

Ground block
Type WK 4 E SL/U

70,7

]
T

enclosed design

*) Rating to the adjacent feed-through block of the
same series and size. For the current carrying capability
of the mounting rail see section facts & DATA

WK 4 E SL/U

fine stranded solid V A
05-4mm? 05-6mm? 500 V/6 kV/3¥

No. 22-12 AWG

No. 22-10 AWG

6.2 mm 9 mm
On-es®@

Type Part no. Std. pack

WK 4 E SL/U 57.504.9255.0 100
35x27x75EN 60715 98.300.0000.0 1

35x 24 x 15 EN 60715 98.360.0000.0 1

9006 EN 60715 G-32 98.190.0000.0 1

WE 1/U 75.523.5753.0 100

9708/2 S 35 75.522.8553.0 100

9708 75.522.7053.0 100

* CL I, ZN1, AExe Il
115



Multi-tier feed-through block

selos

EN 60 947-7-1/DIN VDE 0611 T1

UL-ratings field/factory wiring
CSA ratings
Width Wire strip length
Approvals
Multi-tier feed-through block Color: gray
uper and lower feed-through tier Color: black
connected
Accessories
1. Mounting rail TS 35, DIN rail 7.5mm high  L=2m
Mounting rail TS 35, DIN rail 1.5mm high  L=2m
Mounting rail TS 32, G rail L=2m
2. End clamp with U-foot 10 mm wide
End clamp TS 35, with screw 8 mm wide

End clamp TS 32, with screw 7.5 mm wide

3. End plate 1.5 mm thick

4. Partition 1.5 mm thick

5. Cross connector with screws for upper and lower
feed-through tier, insulated 2pole
3pole

to 12pole

. Single cover f. cross conn. with marking facility
. Cover strip for cross conn. over 10 blocks
. Cover strip with warning symbol over 4 blocks

© 00 N O

. Sanp-in partition plate

For marking systems see pages178-183
116

WKN 2,5 E/U

fine stranded solid
0.5-2.5mm? 0.5-4 mm?

No. 22-12  AWG
No. 24-12 AWG
5 mm

On-eQO®

Type
WKN 2,5 E/U

35x27 x75EN 60715
35x 24 x 15EN 60715
9006 EN 60715 G-32
WE 1/U

9708/2 S 35

9708

APN25E

TWN25E

IVBWK 2,5-2
IVBWK25-3
IVBWK 2,5-12

AD VB 2,5 GELB
AD VB 5/10 GELB

TS 2,5 GELB

600 V

600V
Part no. Std. pack
57.403.7055.0 100
98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1
75.523.5753.0 100
75.522.8553.0 100
75.522.7053.0 100
07.312.1755.0 10
07.312.1855.0 10
77.280.2227.0 10
77.280.2327.0 10
77.280.3227.0 10
04.326.2053.8 10
04.342.0556.8 10
04.343.4756.8 10
07.311.2053.8 10

* CL I, ZN1, AExe Il pending

V
500 V/6 kV/3
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WKN 2,5 E/U/VB
fine stranded solid V A
05-25mm? 0.5-4mm? 500V/6kV/3 24
No. 22-12 AWG 600V 20/25
No. 24-12 AWG 600V 25
5 mm 8 mm
OnePO®
Type Part no. Std. pack
WKN 2,5 E/U/VB 57.403.6955.1 100
35x27 x7,5EN 60715 98.300.0000.0 1

35x 24 x 15 EN 60715
9006 EN 60715 G-32
WE 1/U

9708/2 S 35

9708

APN25E

TWN25E

IVBWK25-2
IVBWK25-3
IVBWK25-12

AD VB 2,5 GELB
AD VB 5/10 GELB

TS 2,5 GELB

98.360.0000.0
98.190.0000.0
75.5623.5753.0
75.5622.8553.0
75.522.7053.0

07.312.1755.0

07.312.1855.0

77.280.2227.0
77.280.2327.0
77.280.3227.0

04.326.2053.8
04.342.0556.8
04.343.4756.8
07.311.2053.8

100
100
100

10
10
10

10
10
10
10




17



Sensor/actuator blocks 250 V

with LED for 24 V

selos

e Compact design for sensor/actuator wiring
e |nsulated jumpers eliminate redundant wiring

e The blocks are also available with integrated
LED for NPN or PNP sensors

e The use of cross connectors (jumper combs),
requires partitions in order to maintain the air
and creepage distances.

Indicator: R = 2.2 K; 0.35 W
Lamp color: green: 24 V DC

* 24 V— with LED

EN 60 947-7-1/DIN VDE 0611 T1

UL-ratings field/factory wiring

CSA ratings

Width Wire strip length

Approvals
Sensor/actuator block Color: gray
with LED (green) for NPN Color: gray
with LED (green) for PNP Color: gray
with LED (red) for PNP Color: gray
Three-tier feed through block Color: gray
with LED for NPN Color: gray
with LED for PNP Color: gray

Accessories
1. Mounting rail TS 35, DIN rail, 7.5 mm high L=2m

Mounting rail TS 35, DIN rail 15 mm high  L=2m
Mounting rail TS 32, G rail L=2m
2. End clamp with U-foot 10 mm wide
End clamp TS 35, with screw 8 mm wide

End clamp TS 32, with screw 7.5 mm wide

3. Partition, 2 mm thick Color: gray
4. Cross connector with screws, E-Cu
insulated (jumpers) 2pole, yellow
3pole, yellow
to 12pole, yellow

5. Jumper comb, angled (middle & lower tier)

insulated 2pole, red
to 12pole, red
insulated 2pole blue

to 12pole blue

For more accessories see pages 160-177

For marking systems see pages 178-179 and 200-202
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WK 2,5 -4 KI/U-NGN WK 2.5 -4 KI/U-PGN

#
4
- -

24V *o

24V

WK 2,5-4 KI/U

fine stranded solid Vv A
05-25mm? 0.5-4mm? 250 V/4 kV/3* 24
No. 22-12 AWG 300 V¥ 25
No. 22-12 AWG 300 V¥ 25
6 mm 7 mm
CURPANGIOR YASIE)

Type Part no. Std. pack

WK 2,5-4KI/U 57.503.7855.0 100

WK 2,5 - 4 KI/U-NGN 57.503.7955.0 100

WK 2,5 - 4 KI/U-PGN 57.503.8055.0 100

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1

WE 2/U 75.523.5653.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.5622.7053.0 100
TW25-3K/U 07.312.0555.0 10

IVB WK 2,5-K-2 ROT
IVB WK 2,5-K-12 ROT
IVB WK 2,5-K-2 BLAU
IVB WK 2,5-K-12 BLAU

77.267.0227.5 10
77.267.1227.5 10
77.267.0227.6 10
77.267.1227.6 10

WK 2.5 - 3 D/U-NGN

WK 2,5-3 D/U

fine stranded solid
0.5- 2.5 mm? 0.5-4 mm?

M2,5 79,4
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WK 2.5 - 3 D/U-PGN

+

=

+

24V

V

No. 22-12 AWG 300 V*!
No. 22-12 AWG 300 Vv*!
6 mm

@ovoned®

Type Part no. Std. pack
WK 2,5-3D/U 57.503.8855.0 50
WK 2,5 -3 D/U-NGN 57.503.8955.0 50
WK 2,5 -3 D/U-PGN 57.503.9055.0 50
35x27 x7,5EN 60715 98.300.0000.0 1
35x24 x 15 EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1
WE 2/U 75.523.5653.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.522.7053.0 100
TW25-3D/U 07.312.1255.0 50
VB WK/3D-02 77.270.0227.0 10
VB WK/3D-03 77.270.0327.0 10
IVB WK/3D-12 77.270.1227.0 10
IVB WK 2,5-K-2 ROT 77.267.0227.5 10
IVB WK 2,5-K-12 ROT 77.267.12275 10
IVB WK 2,5-K-2 BLAU 77.267.0227.6 10
IVB WK 2,5-K-12 BLAU 77.267.1227.6 10

A

400 V/6 kV/3*' 24

25
25
7 mm




M2,5 794

e The four tier terminals (signal, plus, minus,
and shiedl/ground) are fully enclosed, clam
shell with the ground connection snapped on
the lower tier.

e These versions are designed only for TS 35
mounting rails due to the integrated ground
foot.

e The rated voltage for the adjacent terminal
also apply to the ground terminal.

WK 2.6 -4 KI SL-PGN

WK 2.5 - 4 KI SL-NGN WK 2.5 - 4 KI SL-PRT WK 2.5 -3 D SL-NGN WK 2.5 - 3 D SL-PGN
Indicator: R =2.2 K; 0.35 W
i . 'E . Lamp color: green: 24 V DC
, N . . red: 24 V DC
i3 24V PE° 24V
WK 2,5-4 KI/SL WK 2,5-3 D/SL
fine stranded solid V A fine stranded solid Y A
05-25mm? 0.5-4mm? 250V/4kV/3¥ 24  05-25mm?05-4mm? 400V/6kV/3¥ 24
No. 22-12 AWG 300 V¥! 25 No.22-12 AWG 300 V¥ 25
No. 22-12 AWG 300 V¥ 25 No. 22-12 AWG 300 V¥ 25
6 mm 7 mm 6 mm 7 mm
@ A0ONEH (BPENIGL-YASYE,
Type Part no. Std. pack Type Part no. Std. pack
WK 2,5-4KISL 56.503.7355.0 100
WK 2,5 -4 KI SL-NGN 56.503.7455.0 100
WK 2,5 -4KI SL-PGN 56.503.7555.0 100
WK 2,5 - 4 KI SL-PRT 56.503.7655.0 100
WK25-3DSL 56.503.8355.0 50

WK2,5-3D SL-NGN 56.503.8456.0 50

WK 2,5-3D SL-PGN 56.503.8556.0 50

35x27x7,5EN60715  98.300.0000.0 1 35x27x7,5EN60715  98.300.0000.0 1
35x 24 x 15 EN 60715 98.360.0000.0 1 35x 24 x 15 EN 60715 98.360.0000.0 1
WE 2/U 75.523.5653.0 100 WE 2/U 75.523.5653.0 100
9708/2 S 35 75.522.8553.0 100 9708/2 S 35 75.522.8553.0 100
TW25-3K/U 07.312.0556.0 10 TW25-3D/MU 07.312.1256.0 50

IVB WK/3D-02 77.270.0227.0 10

IVB WK/3D-03 77.270.0327.0 10

IVB WK/3D-12 77.270.1227.0 10
IVB WK 2,5-K-2 ROT 77.267.0227.5 10 IVB WK 2,5-K-2 ROT 77.267.0227.5 10
IVB WK 2,5-K-12 ROT 77.267.1227.5 10 IVB WK 2,5-K-12 ROT 77.267.1227.5 10
IVB WK 2,5-K-2 BLAU 77.267.0227.6 10 IVB WK 2,5-K-2 BLAU 77.267.0227.6 10
IVB WK 2,5-K-12 BLAU 77.267.1227.6 10 IVB WK 2,5-K-12 BLAU 77.267.1227.6 10
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Sensor/actuator terminals

with top entry system

selos

EN 60 947-7-1/DIN VDE 0611 T1

UL-ratings field/factory wiring
CSA ratings

Width Wire strip length
Approvals

Sensor/actuator terminal Color: gray

Sensor/actuator terminal W/ LED (NPN) Color: gray

Accessories
1. Mounting rail TS 35, DIN rail 7.5mm high
Mounting rail TS 35, DIN rail 1.5mm high
Mounting rail TS 32, G rail
2. End clamp with U-foot

L=2m
L=2m
L=2m
10 mm wide
End clamp TS 35, with screw 8 mm wide

End clamp TS 32, with screw 7.5 mm wide

3. End plate 1.5 mm thick
4. Partition plate 1.5 mm thick

5. Cross connector for voltage supply
uninsulated 2pole
3pole
to 20pole

6. Jumper bar for signal,

uninsulated 2pole
3pole
to Bpole

7. Single cover f. cross conn. with marking facility
8. Cover strip with test hole over 10 blocks

9. Cover strip for cross connectors over 10 blocks
10.Partition plate

11.Tear-off marking strip, red, marked “+"
12.Tear-off marking strip, blue, marked “-"

For marking systems see pages 178-179 and 200-202
* feed-through 16 A
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WK 2,5-4 KOI/U

fine stranded solid
0.5-2,5mm? 0.5-4 mm?

No. 22-12  AWG
No. 22-12 AWG
5 mm

Aaned@

Type
WK 2,5-4 KOI/U

35x27 x75EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32
WE 1/U

9708/2 S 35

9708

AP 2,5-4KO

TW 2,5-4 K0

VB WK 2,5 K0-2
VB WK 2,5 K0-3
VB WK 2,5 K0-20

VB WK 2,5-2

VB WK 2,5-3

VB WK 2,5-6

AD VB 2,5 GELB

AD VB 5/10 P GELB
AD VB 5/10

TS 2,5 GELB

9705 A/5/10 B + ROT
9705 A/5/10 B - BLAU

Y
400 V/6 kV/3

300V

300V
Part no. Std. pack
57.5603.7055.0 50
98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1
75.523.5753.0 100
75.522.8553.0 100
75.522.7053.0 100
07.310.9355.0 50
07.310.9455.0 50
07.257.0227.0 100
07.257.0327.0 100
07.257.2027.0 50
77.280.0227.0 10
77.280.0327.0 10
77.280.0627.0 10
04.326.2053.8 10
04.342.3556.8 10
04.342.0556.0 10
07.311.2053.8 10
04.855.0253.5 25
04.855.0353.6 25

Indicator: R =2.2K; 0.35 W
Lamp color: green

WK 2,5-4 KOI/U-NGN

fine stranded solid

0.5-2.5mm? 0.5-4 mm?

No. 22-12 AWG
No. 22-12 AWG
5 mm

AN

Type

WK 2,5-4 KOI/U-NGN

35x27x75EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32
WE 1/U

9708/2 S 35

9708

AP 2,5-4 KO

TW 2,5-4 KO

VB WK 2,5K0-2
VB WK 2,5K0-3
VB WK 2,5 K0-20

VB WK 2,5-2

VBWK 2,53

VB WK 2,5-6

AD VB 2,5 GELB

AD VB 5/10 P GELB
AD VB 5/10

TS 2,5 GELB

9705 A/5/10 B + ROT
9705 A/5/10 B - BLAU

Vv

24 DC

24V

24V

Part no. Std. pack
57.5603.7155.0 50
98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1
75.523.5753.0 100
75.522.8553.0 100
75.522.7053.0 100
07.310.9355.0 50
07.310.9455.0 50
07.257.0227.0 100
07.257.0327.0 100
07.257.2027.0 50
77.280.0227.0 10
77.280.0327.0 10
77.280.0627.0 10
04.326.2053.8 10
04.342.3556.8 10
04.342.0556.0 10
07.311.2053.8 10
04.855.0253.5 25
04.855.0353.6 25

16*)
20/30
25

10 mm




Sensor/actuator blocks with TOP connection and universal

foot for the connection of three wire sensors.

Space-saving design which distributes the plus-minus lines

via pluggable, multi-pole jumpers.

You have to consider the maximum current carrying load of

the cross connector of 32A: for the initiator blocks per

infeed block, and for the current load per initiator.

Benefits:

— Plus-minus distribution via jumpering saves space and
wiring material

— Only one feed-through block is required for the signal
which guarantees a clear wiring

— One block per initiator guarantees a clear assignment of
the power circuits

— Blocks with TOP connection guarantee clear wire

f_ ———————— o_— __—_:]I connections
| | — The blocks of lonly 5mm width save mpunting space
| o | — Trouble shooting is easy as the switching status is
R indicated via LEDs
— Ample marking space
Indicator: R =2.2K; 0.35 W
Lamp color: green
WK 2,5-4 KOI/U-PGN
fine stranded solid \ A
0.5-2.5mm? 0.5-4 mm? 24 DC 16%
No. 22-12 AWG 24V 20/30
No. 22-12 AWG 24V 25
5mm 10 mm
@aned®
Type Part no. Std. pack -
— i e 1
WK 2,5-4 KOI/U-PGN 57.503.7255.0 50 {—‘ T i \‘ L4,
! i Lo
IR
P —
— L O—O0 11 - |
- L O——0 .
— —O—=0 - |
= - o—0 |
- - o——o0
AP 2,5-4 KO 07.310.9355.0 50 - ve—es L]
TW 2,54 K0 07.310.9455.0 50 N
VB WK 2,5 K0-2 07.257.0227.0 100
VB WK 2,5 K0-3 07.257.0327.0 100
VB WK 2,5 K0-20 07.257.2027.0 50
VB WK 2,5-2 77.280.0227.0 10
VBWK 2,53 77.280.0327.0 10
VB WK 2,5-6 77.280.0627.0 10
AD VB 2,5 GELB 04.326.2053.8 10
AD VB 5/10 P GELB 04.342.3556.8 10
AD VB 5/10 04.342.0556.0 10
TS 2,5 GELB 07.311.2053.8 10
9705 A/5/10 B + ROT 04.855.0253.5 25
9705 A/5/10 B - BLAU 04.855.0353.6 25
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Disconnect blocks
with U-foot, type WK

selos

Fuse plug:
Nominal voltage:
Nominal current accord. to:

260V ~

Indicator (24 V): Lamp color: red

Current consumed 10.3 mA

Indicator (110-220 V): Lamp color: red
Current input: 0.3 mA

*) Voltage and current are determined by the

VDE 0820 T2/IEC 257 at a

power loss of 1.5 W.

— 6.3 A for single blocks

— 4 A for blocks mounted
adjacent to each other

48 M3
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built-in LED and the fuse inserted into the fuse holder

EN 60 947-7-1/DIN VDE 0611 Teil 1
EN 60 127-6/DIN VDE 0820 T6

UL-ratings field/factory wiring
CSA ratings
Width Wire strip length
Approvals
Disconnect block Color: gray
Fuse holder for 5 x 20 fuse Color: blue
Fuse holder with indicator (24 V) Color: gray
Fuse holder with indicator (110-220 V) Color: gray

Diode plug, without contacts J..,, = 10 A Color: gray
Diode plug - diode Jmax = 11 A Color: gray
Diode plug - diode Jmax = 11 A Color: gray

Diode plug with jumper Jmax = 10 A Color: gray

Knife edge disconnect block Color: gray
Color: blue

— with 2 test bolts Color: gray

Invertible plug disconnect block

m. Inver. plug w/o test bolt Color: gray

— with test bolts left and right Color: gray

Feed through block Color: gray

Accessories
1. Mounting rail TS 35, DIN rail, 7.5 mm high L=2m

Mounting rail TS 35, DIN rail 15 mm high L=2m
Mounting rail TS 32, G rail L=2m
2. End clamp with U-foot 10 mm wide
End clamp TS 35, with screw 8 mm wide

End clamp TS 32, with screw 7.5 mm wide

3. End plate, 1.5 mm thick Color: gray
Color: blue
4. Partition, 1.5 mm thick Color: gray
Color: blue

5. Jumper comb insulated 2pole
to 6pole
6. Cover f. cross conn. with marking facility

7. Snap-in partition plate with marking facility

For marking systems see pages 178-179 and 200-202
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WK 4 TKG... SIST

fine stranded solid Vv A
05-4mm? 05-6mm? 800 V/8kV/3* 63¥
No. 22-10 AWG 300 V¥ 10
No. 20-10 AWG 250 V*! 6.3
6 mm 9 mm
Qovonedd

Type Part no. Std. pack

WK 4 TKG/U 57.504.4055.0 100

SiST 71.299.4055.0 10

SiSTLED 71.299.4155.0 10

Si STGL 71.299.4256.0 10

35x27x75EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1
WE 2/U 75.5623.5653.0 100
9708/2 S 35 75.5622.8553.0 100
9708 75.5622.7053.0 100

AP 4TK 07.311.6155.0 10
TWA4TK 07.311.8155.0 10
IVB 1WK4..-2 77.255.4227.0 10
IVB 1 WK 4..-6 77.255.4627.0 10

48 M3
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495
54

57

The current carrying load depends on the built-in component.
Temporary peak voltage1000 V.

Pole assignment Anode Cathode "

of the diode: Cathode Anode?
WK 4 TKG... DIST
fine stranded solid \ A
05-4mm? 0.5-6mm? 800 V/8 kV/3

No. 22-10 AWG 300V 10
No. 20-10 AWG 250V 6.3
6 mm 9 mm
Paveonedd
Type Part no. Std. pack
WK 4 TKG/U 57.504.4055.0 100
DIST ... 71.299.3055.0 10
DIST-1 N 4007-1" 71.299.3155.0 10
DIST-1 N 4007-2% 71.299.3355.0 10
DIST-D 71.299.3255.0 10

35x27x7,5EN 60715
35x 24 x 15EN 60715
9006 EN 60715 G-32

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1
WE 2/U 75.5623.5653.0 100
9708/2 S 35 75.5622.8553.0 100
9708 75.5622.7053.0 100

AP 4TK 07.311.6155.0 10
TW4TK 07.311.8155.0 10
IVB 1 WK 4..-2 77.265.4227.0 10
IVB 1 WK 4..-6 77.255.4627.0 10




1.2

495
54
57

-

The disconnecting knife in these WK versions swing in and out
on a pivot point. The distinctive color of the disconnecting lever
signals the open state. The terminals can be connected with
the lever open or closed. Designs with a different number and
arrangement of test sockets permit safe measurements using
the test plug.

WK 4/TKM

fine stranded solid V A
05-4mm? 05-6mm? 800 V/8kV/3*¥ 20
No. 22-10 AWG 600V 20
No. 22-10 AWG 600 V¥ 20
6 mm 9 mm
Pavones®O

Type Part no. Std. pack

WK 4/TKM/U 57.504.2055.0 100

WK 4/TKM/U BLAU 57.504.2055.6 100

WK 4/TKM/P3/U 57.504.2355.0 100

35x27 x7,5EN 60715 98.300.0000.0 1

35x 24 x 15 EN 60715 98.360.0000.0 1

9006 EN 60715 G-32 98.190.0000.0 1

WE 2/U 75.523.5653.0 100

9708/2 S 35 75.522.8553.0 100

9708 75.522.7053.0 100

AP 4TK 07.311.6165.0 10
AP 4 TK BLAU 07.311.6165.6 10
TWA4TK 07.311.8165.0 10
TW 4 TK BLAU 07.311.8155.6

IVB 1 WK 4..-2 77.255.4227.0 10
IVB 1 WK 4..-6 77.255.4627.0 10

¥ Version with test bolt: CSA: 300 V
EN 60 947-7-1/DIN VDE 0611 T1 - 690 V/6 kV/3
Test bolt can be loaded with 1 A

48 M3
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57

The plug in disconnect terminal has the same profile as the
modular terminal WK4. The isolating connector is detachable
and can be fitted as a dummy plug. This signals the open state.
Designs with different numbers of test sockets permit safe
measurements using the test plug.

WK 4 TKG-TRST/U

fine stranded solid V A
05-4mm? 05-6mm? 800 V/8kV/3* 20
No. 22-10 AWG 300V 10
No. 22-10 AWG 600 V! 20
6 mm 9 mm
AVONES
Type Part no. Std. pack

WK 4 TKG-TRST/U 57.504.4555.0 100

WK 4 TKG-TRST P3/U 57.504.4855.0 100

35x 27 x7,5EN 6071598.300.0000.0 1
35x 24 x 15EN 60715 98.360.0000.0 1
9006 EN 60715 G-32  98.190.0000.0 1
WE 2/U 75.523.5653.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.522.7053.0 100

AP 4TK 07.311.6156.0 10
TW4TK 07.311.8155.0 10
IVB 1WK4..-2 77.255.4227.0 10
IVB 1 WK 4..-6 77.255.4627.0 10

* Version with test bolt: CSA: 300 V
EN 60 947-7-1/DIN VDE 0611 T1 - 690 V/6 kV/3
Test bolt can be loaded with 1 A

same dimensions as types
WK 4 TKG/U and WK 4/TKM/U
for symetry across the rail

WK 4 TKS D/U

fine stranded solid
05-4mm? 0.5-6mm?
No. 22-10 AWG

No. 20-10 AWG

6 mm

(PENGE Y

Type Part no.

WK 4 TKS D/U

\Y

800 V/8 kV/3
300V
600V

Std. pack

57.5604.4455.0 100

35x27x75EN60715  98.300.0000.0 1
35x 24 x 15EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1
WE 2/U 75.5623.5653.0 100
9708/2 S 35 75.5622.8553.0 100
9708 75.5622.7053.0 100
AP 4TK 07.311.6155.0 10
TW4TK 07.311.8155.0 10
IVB 1 WK 4..-2 77.255.4227.0 10
IVB 1 WK 4..-6 77.255.4627.0 10
AD VB 4 GELB 04.326.2153.8 10
TS 4 GELB 07.311.21563.8 10

A
32
25
20
9 mm
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Fuse blocks
with U-foot, type WK

selos

Fuse terminals of this type have a hinged fuse
carrier. This takes the mini 5 x 20, 5 x 25, and

5 x 30 mm (width of terminal 8mm) or

6.3 x 32 mm (width 10 mm). The swivel carrier
has locking points both when open and closed
and can be sealed. All terminals are available in
two versions — with or without red LED indicator

Rated current in accordance with

VDE 0820 T2/IEC 257

Y up to a power loss of 1.5 W

2 up to a power loss of 2.5 W

¥ Voltage and current are determined by the
LED installed and fuse used.

EN 60 947-7-1, EN 60 127-6

UL-ratings

CSA ratings

Width Wire strip length

Approvals
Fuse block Color: gray
—with LED 5-12V ~/— current consumed. 2.3-7mA
— with LED 12-24V ~/~ current consumed. 2.8-6.2 mA
—with LED 24 -60V ~/- current consumed. 1.5-4 mA
— with lamp 110-250 V ~/— current consumed. 0.13 — 0.55 mA
— with lamp 380-500 V ~/~ current consumed. 0.2-0.3 mA
Fuse block Color: gray

— with screw cap A DIN 41674 for G-fuses DIN 41571, 250 V, 5 x 20 mm
— with screw cap B DIN 41674 for G fuses DIN 41576, 250 V, 5 x 25 mm

— with screw cap A DIN 41674 for G-fuses , 500 V, 5 x 30 mm
— with screw cap for G-fuses, 500 V, a x 1Y4" (6.3 x 32 mm)
Feed-through block, same dimensions as fuse block Color: gray
Accessories

1. Mounting rail TS 35, DIN rail, 7.5 mm high L=2m

Mounting rail TS 35, DIN rail 15mm high L=2m
Mounting rail TS 32, G rail L=2m
2. End clamp with U-foot 10 mm wide
End clamp TS 35, with screw 8 mm wide
End clamp TS 32, with screw 7.5 mm wide
3. End plate, 1.5 mm thick Color: gray
4. Cross connector with screws, E-Cu
uninsulated 2pole
3pole
to 6pole
5. Transparent cover (for 1 block)
6. Connecting strip for ganging levers together red

For marking systems see pages 178-179 and 200-202
124

The standard block has
a special location for
a replacement fuse.

M3
n
ey
w
o~
e
=]
! 59
\.
for 5 mm fuses
WK 4 THSI 5... /U
fine stranded solid Vv A
05-4mm? 05-6mm? 800 V/8kv/3* 63"
No. 22-10 AWG 600 V*! 15
No. 22-10 AWG 600 V*' 6.3
8 mm 8 mm
@avened @
Type Part no. Std. pack
WK 4/THSi5 ..U 57.904.5355.0 50

WK 4/THSi 5 LED 12U
WK 4/THSi 5 LED 24 U
WK 4/THSi 5 LED 60 U
WK 4/THSi 5 GL 250 U
WK 4/THSi 5 GL 500 U

57.904.5455.0 50
57.904.56555.0 50
57.904.5655.0 50
57.904.56755.0 50
57.904.5855.0 50

35x27x75EN60715  98.300.0000.0 1
35x 24 x15 EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1
WE 1/U 75.5623.57563.0 100
9708/2 S 35 75.5622.85653.0 100
9708 75.522.7053.0 100
VST WK4 THSI 05.563.8053.0 50

M3
[¥a)
ey
o
LAl
=]
&
AN J
for 1/4 x 1 1/4 fuses
WK 4 THSI 6,3... /U
fine stranded solid V A
05-4mm? 0.5-6mm? 800 V/8kv/3* 10?
No. 22-10 AWG 600 V* 15
No. 22-10 AWG 600 V¥ 10
10 mm 8 mm
BPANSIY YASTE)
Type Part no. Std. pack

WK 4/THSi 6,3 ... U

WK 4/THSi 6,3 LED 12U
WK 4/THSi 6,3 LED 24 U
WK 4/THSi 6,3 LED 60 U
WK 4/THSi 6,3 GL 250 U
WK 4/THSi 6,3 GL 500 U

57.904.6355.0 50
57.904.6455.0 50
57.904.6555.0 50
57.904.6655.0 50
57.904.6755.0 50
57.904.6855.0 50

35x27x7,5EN 60715 98.300.0000.0 1
35x 24 x 15 EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1
WE1/U 75.5623.5753.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.522.7053.0 100

Jumper combs available on request

VST WK4 THSI 05.563.8053.0 50

Jumper combs available upon request




*) Voltage and current are determined by the
built-in LED and the inserted G-fuse.
9 6.3 A up to a power loss of 1.6 W
910 A up to a power loss of 2.5 W

WK 10/Sl ... /U

fine stranded solid/stranded V A
1-10mm?  1-16mm? 500 V/6kV/3* 10*
No. 22-6 AWG 600 V¥ 15
No. 16-6 AWG 600 V¥ max. 15
12 mm 13 mm
@1) @ 2)@ 3@ 4)LR 5)@ 6)% 7)@ 8)

Type Part no. Std. pack

WK 10/Si U5x 2029919 57.910.5055.0 50
WK 10/SiU5x 2527991 57.910.51565.0 50
WK 10/SiU5x302°91%  57.910.52565.0 50
WK 10/SiU6,3x32" 90 57.910.56355.0 50

35x27x75EN 60715 98.300.0000.0 1
35x 24 x 15 EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1
WE 1/U 75.523.57563.0 100
9708/2 S 35 75.522.85563.0 100
9708 75.522.7053.0 100
AP 10/Si 07.311.4166.0 10
VB WK 10/Si-2 77.287.0227.0 10
VB WK 10/Si-3 77.287.0327.0 10
VB WK 10/Si-6 77.287.0627.0 10

04.312.2056.0 100

Screw cap made from thermoset type 131 and silver-
plated brass

*) Voltage and current are determined by the built-in indicator
and the inserted G-fuse.
7 6.3 A up to a power loss of 1.6 W
8 10 A up to a power loss of 2.5 W

WK 10/Sl ... /U with indicator

fine stranded solid/stranded V A
1-10mm?  1-16mm? 500 V/6 kV/3* max10*'
No. 22-6 AWG 600 V*! 15
No. 16-6 AWG 600 V*' max. 15
1 anﬂmz) 3) 4) 5) 6) 1 3 mm
@o'v'e'a"®

Type Part no. Std. pack

WK 10/Si U5x20M, NGI2-978 57.910.5455.0 50
WK10/Si U5x20M, GLB?978 57.910.5855.0 50
WK10/Si U6,3x32M, NG9 57.910.5755.0 50
WK10/Si U6,3x32M, GLB" 98 57.910.6155.0 50

35x27x7,5EN 60715 98.300.0000.0 1
35x24 x 15 EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1
WE 1/U 75.523.5753.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.522.7053.0 100
AP 10/Si 07.311.4155.0 10
VB WK 10/Si-2 77.287.0227.0 10
VB WK 10/Si-3 77.287.0327.0 10
VB WK 10/Si-6 77.287.0627.0 10
04.312.2056.0 100
VDE CSA uL
57.910.5453.0
Indicator 110-250V ~ 500 V 150V
Current consumed: 0.16 — 0.8 mA?
57.910.5853.0
Indicator 28V ~ 28V 28V
Current consumed: 24 mA'?
57.910.5753.0
Indicator 10-500V ~ 500 V 150 V
Current consumed: 0.16 — 0.8 mA?
57.910.6153.0
Indicator 28V 28V 28V

Current consumed: 24 mA'?

10

Lamp color of the indicator: ¥ red, '% yellow

M5

wn

o]

im

0| v
O
WK 10/SIU D
fine stranded solid/stranded V A
1-10mm?  1-16 mm? 500 V/6kV/3 57
No. 22-6 AWG 600V 50
No. 16-6 AWG 600V 65
12 mm 13 mm
Type Part no. Std. pack
WK10/SiUD 57.910.4955.0 50
35x27x7,5EN 60715 98.300.0000.0 1
35x24 x 15 EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1
WE 1/U 75.523.5753.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.522.7053.0 100
AP 10/Si 07.311.4155.0 10
VB WK 10/Si-2 77.287.0227.0 10
VB WK 10/Si-3 77.287.0327.0 10
VB WK 10/Si-6 77.287.0627.0 10
04.312.2056.0 100
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Fuse blocks
with U-foot, type WK

selos

*) \/oltage and current are determined by the
fuse used.

Rated current in accordance to

VDE 0820 T2/EN 60 127-2,
up to a power loss of 1.6 W

EN 60 947-7-1, EN 60 127-6

UL-ratings
CSA ratings
Width Wire strip length
Approvals
Fuse block Color: gray

— Fused feed through terminal block
(G-screw cap B DIN 41674, 5 x 25 mm - 250 V/6.3 A)
— Fused feed through terminal block
(G-screw cap A DIN 41674, 5 x 20 mm - 250 V/6.3 A)

Accessories
1. Mounting rail TS 35, DIN rail, 75 mm high L=2m

Mounting rail TS 35, DIN rail 1.5mm high  L=2m
Mounting rail TS 32, G rail

2. End clamp with U-foot 10 mm wide
End clamp TS 35, with screw 8 mm wide

End clamp TS 32, with screw 7.5 mm wide

3. End plate 1.5 mm wide

For marking systems see pages 178-179 and 200-202
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WK 4/Si-D/U 5 x 25

fine stranded solid

05-4mm? 0.5-6mm?

No. 20-10 AWG 250V
12 mm

@

Type Part no. Std. pack

WK 4/Si-D/U5 x 25

WK 4/Si-D/U 5 x 20

35x27 x75EN 60715
35x 24 x 15EN 60715
9006 EN 60715 G-32
WE 1/U

9708/2 S 35

9780

AP 4TK

v

57.504.1655.0 50

57.504.1755.0 50

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1
75.623.5753.0 100
75.622.8553.0 100
75.5622.7053.0 100
07.311.6155.0 10

S

R
‘m_
exen

=

\

A

800 V/8 kv/3* 6.3

10
9 mm
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Fuse block for NEOZED® mounting on TS 35 and TS 32 rail

selos

*) Current and voltage are determined by the

fuse
9700 B/30 Si E 14/S 35 2-16 A 9700 B/30 Si E 18/S 35 2-63 A
fine stranded solid V A fine stranded solid/stranded Vv A
DIN VDE 0636 1.5-4mm?* 1.5-4mm? 400V ~*  16%¥  15-25mm? 15-25mm? 400V ~* 3%
UL-ratings
CSA ratings
Width Wire strip length 30 mm 10mm 30 mm 12 mm
Approvals & &
Type Part no. Std. pack Type Part no. Std. pack
Fuse block Color: gray
complete with closed insulating housing 9700 B/30 Si E 14/S 35 56.904.4055.0 20 9700 B/30 Si E 18/S 35 56.925.4055.0 20
Accessories
1. Mounting rail TS 35, DIN rail, 7.5 mm high L =2m | 35x27x75EN60715 98.300.0000.0 1 35x27 x75EN 60715 98.300.0000.0 1
Mounting rail TS 35, DIN rail 1.5mm high L =2m | 35x24x15EN 60715 98.360.0000.0 1 35x 24 x 15EN 60715 98.360.0000.0 1
Mounting rail TS 32, G rail
2. End clamp with U-foot 10 mm wide | WE1/U 75.523.5753.0 100 WE 1/U 75.5623.5753.0 100
End clamp TS 35, with screw 8 mm wide | 9708/2S35 75.522.8553.0 100 9708/2 S 35 75.522.8553.0 100
End clamp TS 32, with screw 7.5 mm wide
3. NEOZED® adapter sleeve 2 A - pink 05.5695.9200.0 50 05.5695.5900.0 50
4 A - brown 05.5695.9300.0 50 05.5695.6000.0 50
6 A —green 05.595.9400.0 50 05.595.6100.0 50
10 A -red 05.595.9500.0 50 05.595.6200.0 50
16 A - gray 05.5695.6300.0 50
20 A -blue 05.5695.6400.0 50
25 A - yellow 05.595.6500.0 50
35 A - black 05.595.6600.0 50
50 A — white 05.595.6700.0 50
4. Cover cap 04.326.1053.0 100 04.326.1053.0 100
5. Jumper comb
6pole 07.250.3027.0 25
uninsulated10pole 07.250.3127.0 10
6. Special retaining clip 05.549.0500.0
For marking systems see pages 178-179 and 200-202
NEOZED® = registered trademark of Siemens AG
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9700 B/30 Si E 14/S 32

fine stranded solid
15-4mm? 15-4mm?

30 mm

S

Type

9700 B/30 Si E 14/S 35

9006 EN 60715 G-32
WE 1/U

9780

\Y

Part no. Std. pack

54.904.4055.0

98.190.0000.0
75.523.5753.0

75.522.7053.0
05.595.9200.0
05.595.9300.0
05.595.9400.0
05.595.9500.0

04.326.1053.0

20

100

100
50
50
50
50

100

2-16 A
A

400V ~* 16

10 mm

9700 B/30 Si E 18/S 32

fine stranded solid/stranded

1.5-25mm? 1.5-25 mm?

30 mm

S

Type

9700 B/30 Si E 18/S 32

9006 EN 60715 G-32
WE 1/U

9780

v

400V ~*

Part no. Std. pack

54.925.4055.0

98.360.0000.0
75.523.5753.0

75.5622.7053.0
05.595.5900.0
05.595.6000.0
05.595.6100.0
05.595.6200.0
05.595.6300.0
05.595.6400.0
05.595.6500.0
05.595.6600.0
05.595.6700.0
04.326.1053.0

07.250.3027.0
07.250.3127.0
05.549.0500.0

20

100

100
50
50
50
50
50
50
50
50
50

100

25
10

2-63A

A
63*)

12 mm
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Compensating terminals with
trimming potentiometer and as a potential divider / U-foot

selos

The compensating terminal is available from10 to
50 Ohms. The 12 mm width has two clamping
points for connectring the adjustable resistance and
two clamping points for connecting the return
conductor. A marking facility is provided for each
clamping point. Switch symbols on the insulating
housing identify the connections and the direction
of rotation for the adjustable resistance. The device
operates with a linear characteristic. The fine
spread of the main spindle enables the desired
resistance value to be set accurately. Insulating
housing with snap on end section.

Electrical specifications for the compensating
terminal.

Resistor range: 0.256 Qto 100 @

Resistor tolerance: +10%
Resistor range: 100 Q to 50 kQ
Resistor tolerance +20%

Limited continuous resistance value:
0.75Wto 70°C

Max. load: 100 mA
Temperature coefficient: 0 to +500 ppm/°C
Max. operating voltage: 300V

EN 60 947-7-1/DIN VDE 0611 T1

UL ratings
CSA ratings
Width Wire strip length
Approvals
Compensating terminal Color: gray 10 Q
with potentiometer 20Q
50 Q
100 @
200 Q
510 Q
1kQ
2 kQ
5 kQ
10 kQ
20 kQ
50 kQ

Diode terminal

Accessories

1. Mounting rail TS 35, DIN rail 7.5mm high
Mounting rail TS 35, DIN rail .5mm high
Mounting rail TS 32 G rail

2. End clamp with U-foot

L=2m
L=2m
L=2m
10 mm wide
End clamp TS 35, with screw 8 mm wide

End clamp TS 32, with screw 7.5 mm wide

3. Jumper comb
uninsulated 2pole
3pole

to 6pole

For more accessories see pages 160-177

For marking systems see pages 178-179 and 200-202
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655
62,5
58

9785 U/...

fine stranded solid

12 mm

Type

9785 U/10 Q
9785 U/20 Q
9785 U/50 ©
9785 U/100
9785 U/200 Q
9785 U/500 Q
9785 U/1 kQ
9785 U/2 kQ
9785 U/5 kQ
9785 U/10 kQ
9785 U/20 kQ
9785 U/50 kQ

35x 27 x7,5EN 60715
35x 24 x 15EN 60715
9006 EN 60715 G-32
WE 1/U

9708/2 S 35

9708

VB 9786-2
VB 9786-3
VB 9786-6

Part no.
57.904.0055.0
57.904.0155.0
57.904.0255.0
57.904.0355.0
57.904.0455.0
57.904.0555.0
57.904.0655.0
57.904.0755.0
57.904.0855.0
57.904.0955.0
57.904.1055.0
57.904.1155.0

98.300.0000.0
98.360.0000.0
98.190.0000.0
75.523.5753.0
75.522.8553.0
75.5622.7053.0

07.253.0227.0
07.253.0327.0
07.253.0627.0

Vv
0.5-2.5mm? 0.5-2.5mm? see the description

Std. pack

50
50
50
50
50
50
50
50
50
50
50
50

100
100
100

50
50
50

9 mm

9785 U/... - SPT

fine stranded solid
0.5-2,5mm? 0.5-2.5 mm? see the description

12 mm

Type

9785 U/10 Q-SPT
9785 U/20 Q-SPT
9785 U/50 Q-SPT
9785 U/100 Q-SPT
9785 U/200 Q-SPT
9785 U/500 ©-SPT
9785 U/1 kQ-SPT
9785 U/2 kQ-SPT
9785 U/5 kQ-SPT
9785 U/10 kQ-SPT
9785 U/20 kQ-SPT
9785 U/50 kQ-SPT

35x27 x75EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32
WE 1/U

9708/2 S 35

9708

VB 9786-2
VB 9786-3
VB 9786-6

Part no.
57.904.3955.0
57.904.4155.0
57.904.4255.0
57.904.4355.0
57.904.4455.0
57.904.4555.0
57.904.4655.0
57.904.4755.0
57.904.4855.0
57.904.4955.0
57.904.5055.0
57.904.5155.0

98.300.0000.0
98.360.0000.0
98.190.0000.0
75.523.5753.0
75.5622.8553.0
75.5622.7053.0

07.253.0227.0
07.253.0327.0
07.253.0627.0

Std. pack

100
100
100

9 mm




Diode block

selos

- 51.8 _ The diode terminal consists of an insulating housing
49 M3 with snap-on end section. It has four screw terminals
o A with four marking points. Solder tabs inside the
screw terminals are available to connect diodes or
other components.

" Current and voltage are determined by the
electronic component.

Material:

Insulating housing: Polyamide 66/6,

tracking resistant

Clamping body and screws: Nickel-plated copper alloy

9786 U/12

fine stranded solid Vv A
0.5-25mm? 0.5-2.5 mm? 800 V/8 kV/3* 24%*

No. 22-14 AWG 300V 6
12 mm 9 mm
Type Part no. Std. pack

9786 U/12 57.904.2055.0 50

VB 9786-2 07.2563.0227.0 50

VB 9786-3 07.253.0327.0 50

VB 9786-6 07.253.0627.0 50
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Field of application:

In thermocouple measurement circuits,
thermocouples are extended using compensating
lines. Compensating lines are made of materials
which have the same thermal emf values as the
thermocouples up to 200 °C. In the thermocouple
terminals, the combined metals are made up of the
same materials as the compensating lines in
accordance with DIN 43713 and DIN 43714 in order
to ensure that no corrupting thermal electromotice
forces are produced and the basic values in
accordance with DIN |ED 584 are maintained at the
compensating line.

The thermocouple terminal consists of an insulating
housing and a snap-in end section.

132

EN 60 947-7-1/DIN VDE 0611 T1
UL-ratings

CSA ratings

Width

Approvals

Wire strip length

Thermocouple terminal Typ T-Cu/CuNi 44
Typ E-NiCr/CuNi 44
Typ J-Fe/CuNi 44
Typ K-NiCr/Ni
Thermocouple terminal Typ R-PtRh 13/Pt
Earth disconnect 24 - 48 V= with LED Typ S-PtRh 10/Pt

Earth disconnect 110 -220 V = with indicator lamp

Thermocouple terminal
Thermocouple terminal
Thermocouple terminal

Accessories
1. Mounting rail TS 35, DIN rail 7.5 mm high
Mounting rail TS 35, DIN rail 1.5mm high
Mounting rail TS 32, G rail
2. End clamp with U-foot

L=2m
L=2m
L=2m
10 mm wide
End clamp TS 35, with screw 8 mm wide

End clamp TS 32, with screw 7.5 mm wide

For more accessories see pages 160-177

For marking systems see pages 178-179 and 200-202

Example:
Fe/constantan

Fe/CuNi 44

&

o=z

%,

>

@
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fully enclosed design

*) to the adjacent terminal block type 9786 U/...

9786 U/TSK...

fine stranded solid

0.5-2,5mm? 0.5-2.5mm? 800 \V/8 kV/3*!

12 mm

Type

9786 U/TSK Cu-CuNi
9786 U/TSK NiCr-CuNi
9786 U/TSK Fe-CuNi
9786 U/TSK NiCr-Ni
9786 U/TSK E-Cu-A-Cu

35x27 x75EN 60715
35x 24 x 15EN 60715
9006 EN 60715 G-32
WE1/U

9708/2 S 35

9708

Part no.
57.904.7355.0
57.904.7055.0
57.904.7155.0
57.904.7255.0
57.904.7455.0

98.300.0000.0
98.360.0000.0
98.190.0000.0
75.5623.5753.0
75.522.8553.0
75.522.7053.0

\Y

Std. pack

50
50
50
50
50

100
100
100

9 mm




Ground disconnect blocks

selos

;‘('-'

v
A

—\\‘ ;.’- A
-9

=
TN - BN

A%

Y

¢

9760 U/8 TKE...
fine stranded solid/stranded V A

1-10mm?  1-10 mm? 24-48V/110-220V 30
No. 18-8 AWG 48 V/220V 25
No. 18-8 AWG 48 V/[220V 25
17.5 mm 9 mm
Type Part no. Std. pack
9760 U/8 TKE 48 57.110.1655.0 25
9760 U/8 TKE 220 57.110.1655.0 25
35x27 x75EN 60715 98.300.0000.0 1
35x 24 x 15 EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1
WE 1/U 75.523.5753.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.522.7053.0 100

EN 60 204 part 1/ DIN VDE 0113 part 1 “Fitting
industrial machines with electrical equipment”.

9.4.3.1. Protection against unintentional start-up
caused by earth faults.
Earth faults in control circuits may not
cause an unintentional start-up, dangerous
movements by the machine, or prevent
the machine from stopping.

During normal operation the auxiliary circuit is
connected to the funcational earth and the green
(24 - 48 V) or yellow (110 - 220 V) status display is
illuminated.

If a low resistance earth fault occurs, the line fuse
will blow.

Once the contact separator is open, you can replace
the fuse.

@ external status display lights up
@ green status display lights up
@ red earth-fault indicator lights up

@ external status display lights up
@ green status display lights up
@ red earth-fault indicator lights up

@ yellow status display lights up

@ yellow indicator light not flashing

The illumination of the red lamp alone indicates an
earth fault.

After the fault had been rectified, the green (24-48V)
or yellow (110-220V) display will light up. The
contacts should now be moved to the “on” position
as a result of which the red lamp will go out.

The illumination of the yellow or green lamp and
external display indicates that the auxiliary circuit
had been reconnected to the functional earth.

Earth Disconnect terminal with LED 24 -48 V=
Normal operation :
@
. @
7
Ground fault
@
@ ©
Earth Disconnect terminal
with Neon Lamp
Normal operation
L1
Ground fault
:I Ij ez & @
I ‘__l ..__..__.-2 \‘
‘ o &l B ®
IR
: EE o I
1330 | L7
P .
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Modular terminal block with socket
for PCB pluggable connector

selos rLUG

for PC board terminal type:

Type 8113 B
Type 8313B
Type 8113 B/VL
Type 8113 B/VR
Type 8113 B/ Top

EN 60 947-7-1/DIN VDE 0611 T1

UL-ratings field/factory wiring
CSA ratings
Width Wire strip length
Approvals
Pluggable terminal Color: gray
Pluggable terminal with LED 25 VY Color: gray
Pluggable terminal with LED 50 v Color: gray
Supply terminal Color: blue

PCB Pluggable connector type 8113
(in wiecon section)

Accessories
1. Mounting rail TS 35, DIN rail, 7.5 mm high L =2m

Mounting rail TS 35, DIN rail 15mm high L=2m
Mounting rail TS 35, G rail L=2m
2. End clamp with U-foot 10 mm wide
End clamp TS 35 with screw 8 mm wide

End clamp TS 32 with screw 7.5 mm wide

3. End plate 2.5 mm thick Color: gray
End plate 2.5 mm thick Color: blue

4. Spacer 2.5 mm thick Color: gray
Spacer 2.5 mm thick Color: blue
use for 7.5 mm pitch pluggable connectors

5. Cross connector with screws, 2pole
E-Cu, insulated 3pole

12pole

6. LED bus bar, tin-plated brass L=04m

7. Cover strip for LED (transparent)

8. Single cover f. cross conn. with mark.facility

9. Cover stripfor PCB terminal 24pole
with warning symbol 24pole

10. Snap-in partition

11. Coding strip

12. Locking piece 10pole

For marking systems see pages 178-179 and 200-202
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WK 2,5 U/D/8113 S/V

fine stranded solid Vv A
05-25mm? 0.5-4mm? 250V/4kV/3 12
No. 22-12 AWG 300 V" 15
No. 24-12 AWG 300V " 15
5 mm 9 mm
A @

Type Part no. Std. pack

L=l
-
\
X

2 |
I |

Indicator: R =4.7K; 0.5 W
Lamp color: red

" voltage rating determinted by lamp / LED

WK 2,5 U/D/8113 S/V/LED 25

fine stranded solid \Y, A
05-25mm? 0.5-4mm? v 12
No. 22-12 AWG 300 V" 15
No. 24-12 AWG 25V due to LED/300 V" 15
5 mm 9 mm
A @

Type Part no. Std. pack

WK 2,5U/D/B113 S/V...

35x27x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32
2/U

9708/2 S 35

9708

AP 2,5U/D/8113 SV

ZP25U/D/8113 SV

IVB WK 2,5-2

IVB WK 2,5-3

IVB WK 2,5-12

AD VB 5/10 P

AD VB 2,5 GELB

TS 2,5GELB

57.503.2155.0 50

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1
75.5623.5653.0 100
75.522.8553.0 100
75.522.7053.0 100
07.311.9055.0 10

07.311.9155.0 10

77.280.2227.0 10
77.280.2327.0 10
77.280.3227.0 10

04.342.3556.8 10
04.326.2053.8 10
04.343.9056.8 10
04.343.9156.8 10
07.311.2053.8 10
05.561.0053.0 100

WK?2,5U/D/8113 S/V/LED 25

35x27x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32
WE 2/U

9708/2 S 35

9708

AP 2,5U/D/8113 S/V

ZP 2,5U/D/8113 S)V

IVB WK 2,5-2

IVB WK 2,5-3

IVB WK 2,5-12

ADVB5/10P

AD VB 2,5 GELB

TS 2,5GELB

57.603.2255.0 50

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1
75.5623.56563.0 100
75.522.8553.0 100
75.522.7053.0 100
07.311.9055.0 10

07.311.9155.0 10

77.280.2227.0 10
77.280.2327.0 10
77.280.3227.0 10
05.561.4125.0 1
04.342.3556.8 10
04.326.2053.8 10
04.343.9056.8 10
04.343.9156.8 10
07.311.2053.8 10
05.5661.0053.0 100




Indicator: R = 10 K; 0.5 W

Lamp color: red

" voltage rating determinted by lamp / LED

WK 2,5 U/D/8113 S/V/LED 50

fine stranded solid Vv A
05-25mm? 0.5-4 mm? K 12
No. 22-12 AWG 300 V" 15
No. 24-12 AWG 50 V due to LED/300 V" 15
5mm 9 mm
A @

Type Part no. Std. pack

WK2,5U/D/8113S/V/LEDB0  57.503.2355.0 50

35x27x75EN60715  98.300.0000.0 1
35x 24 x 15 EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1

WE 2/U 75.523.5653.0 100
9708/2 S 35 75.522.85563.0 100
9708 75.522.7053.0 100

AP25U/D/8113 SV 07.311.9055.0 10

ZP2,5U/D/8113 SV 07.311.9165.0 10

IVB WK 2,5-2 77.280.2227.0 10
IVB WK 2,5-3 77.280.2327.0 10
IVB WK 2,5-12 77.280.3227.0 10

05.561.4125.0 1
AD VB 5/10 P 04.342.3566.8 10
AD VB 2,5 GELB 04.326.2053.8 10

04.343.9056.8 10
04.343.91566.8 10
TS 2,5 GELB 07.311.2053.8 10
05.561.0053.0 100

- 608 ‘
- 56,3, M5
N LRI
B B
‘ " K‘.v
ey
[T, ?

[

WK 2,5 U/D/8113 S/V/VK

fine stranded solid V A
05-25mm? 0.5-4mm?* 250V/4kV/3 12
No. 22-12 AWG 300V 15
No. 24-12 AWG 300V 15
5mm 9 mm
A @

Type Part no. Std. pack

WK2,5U/D/8113 S/V/VK 57.503.2555.6 50

35x27x75EN60715  98.300.0000.0 1
35x 24 x 15 EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1

WE2/U 75.5623.5653.0 100
9708/2 S 35 75.5622.8553.0 100
9708 75.522.7053.0 100

AP2,5U/D/8113 SV 07.311.9055.0 10

ZP2,5U/D/8113 S/V 07.311.9166.0 10

IVB WK 2,5-2 77.280.2227.0 10
IVB WK 2,5-3 77.280.2327.0 10
IVB WK 2,5-12 77.280.3227.0 10

05.561.4125.0 1
AD VB 5/10P 04.342.3556.8 10
AD VB 2,5 GELB 04.326.2053.8 10

04.343.9056.8 10
04.343.9156.8 10
TS 2,5 GELB 07.311.2053.8 10
05.561.0053.0 100
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Modular terminal block with socket
for PCB pluggable connector

selos rLUG

for PCB terminal types:

Type 8113 B
Type 8313B
Type 8113 B/VL
Type 8113 B/VR
Type 8113 B/ Top

DIN VDE 0110

UL-ratings field/factory wiring

CSA ratings

Width Wire strip length

Approvals
Pluggable terminal Color: gray
Pluggable terminal with LED 25 VY Color: gray
Pluggable terminal with LED 50 v Color: gray
Supply terminal Color: blue

Pluggable terminal with pluggable connection for PCB
PCB Pluggable connector type 8113
(in wiecon section)
Accessories
1. Mounting rail TS 35, DIN rail, 7.5 mm high L =2m

Mounting rail TS 35, DIN rail 15mm high L=2m
Mounting rail TS 35, G rail L=2m
2. End clamp with U-foot 10 mm wide
End clamp TS 35 with screw 8 mm wide

End clamp TS 32 with screw 7.5 mm wide

3. End plate for right side, 2.5 mm thick  Color: gray
End plate for left side, 2.5 mm thick Color: gray
End plate 2.5 mm thick Color: blue

4. Spacer, right side, 2.5 mm thick Color: gray
Spacer 2.5 mm thick Color: blue
use for 7.5 mm pitch pluggable connectors

5. Cross connector with screws, 2pole
E-Cu, insulated 3pole

12pole

6. LED bus bar, tin-plated brass L=04m

7. Cover strip for LED (transparent)

8. Single cover f. cross conn. with marking facility

9. Cover strip for PCB terminal 24pole

with warning symbol 24pole

10. Snap-in partition plate

11. Coding strip

12. Locking piece 10pole

For marking systems see pages 178-179 and 200-202
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58,4

WK 2,5 U/8113 S/V

fine stranded solid
05-25mm? 0.5-4mm?

No. 22-12 AWG
No. 24-12 AWG
5 mm

4 \Y6
Type
WK 2,5U/8113 S/V...

35x27x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32
2/U

9708/2 S 35

9708

AP 2,5U/8113 S/V

AP 2,5U/8113

ZP25U/8113 SNV

IVB WK 2,5-2
VB WK 2,5-3
IVB WK 2,5-12

AD VB 2,5 GELB

TS 2,5 GELB

\Y

Part no. Std. pack
57.503.2655.0 50

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1
75.5623.5653.0 100
75.522.8553.0 100
75.522.7053.0 100
07.312.15556.0 10
07.312.4655.0 10

07.312.1655.0 10

77.280.2227.0 10
77.280.2327.0 10
77.280.3227.0 10

04.326.2053.8 10
04.343.9056.8 10
04.343.9156.8 10
07.311.2053.8 10
05.561.0053.0 100

250 V/4 kV/3
300V
300V

A
12
15
15
9 mm

Indicator: R =4.7K; 0.5 W
Lamp color: red

" voltage rating determinted by lamp / LED

WK 2,5 U/8113 S/V/LED 25

fine stranded solid \Y, A
05-25mm? 0.5-4mm? v 12
No. 22-12 AWG 300 V" 15
No. 24-12 AWG 25V due to LED/300 V" 15
5mm 9 mm
A @

Type Part no. Std. pack

WK25U/813S/V/LED25  57.5603.27565.0 50

35x27x7,5EN 60715 98.300.0000.0 1

35x 24 x 15 EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1
WE 2/U 75.5623.56563.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.522.7053.0 100
AP 2,5 U/8113 S/V 07.312.1555.0 10
AP 2,5U/8113 07.312.4655.0 10

ZP 2,5U/8113 SV 07.312.1655.0 10

05.561.4125.0 1

AD VB 2,5 GELB 04.326.2053.8 10
04.343.9056.8 10
04.343.9156.8 10
TS 2,5 GELB 07.311.2053.8 10

05.561.0053.0 100




58,4

Indicator: R = 10 K; 0.5 W
Lamp color: red

" voltage rating determinted by lamp / LED

WK 2,5 U/8113 S/V/LED 50

fine stranded solid V A
0.5-25mm? 0.5-4mm? K 12
No. 22-12 AWG 300 V" 15
No. 24-12 AWG 50 V due to LED/300 V" 15
5 mm 9 mm
A @

Type Part no. Std. pack

WK2,5U/8113S/V/LED50  57.503.2855.0 50

35x27x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1
WE 2/U 75.5623.56563.0 100
9708/2 S 35 75.522.85563.0 100
9708 75.522.7053.0 100
AP 2,5U/8113 S/V 07.312.1666.0 10
AP 2,5U/8113 07.312.4655.0 10

ZP25U/8113 S/V 07.312.1656.0 10

05.561.4125.0 1

AD VB 2,5 GELB 04.326.2053.8 10
04.343.9056.8 10
04.343.9166.8 10
TS 2,5 GELB 07.311.2053.8 10

05.561.0053.0 100

VAR - 40 -
Py
s
=
-t In
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A
\
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WK 2,5 U/8113 S/V/VK

fine stranded solid V A
05-25mm? 05-4mm? 250V/4kV/3 12
No. 22-12 AWG 300V 15
No. 24-12 AWG 300V 15
5mm 9 mm
N @

Type Part no. Std. pack

WK 2,5 U/8113 S/V/VK 57.503.3055.6 50

35x27x75EN60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1

WE 2/U 75.5623.5653.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.522.7053.0 100
AP 2,5U/8113 07.312.4656.0 10
AP 2,5U/8113 S/VBL 07.312.1556.6 10
ZP25U/81M3 SV 07.312.1655.0 10

ZP2,5U/8113 S/VBL 07.312.1656.6 10

IVB WK 2,5-2 77.280.2227.0 10
IVB WK 2,5-3 77.280.2327.0 10
IVB WK 2,5-12 77.280.3227.0 10
AD VB 2,5 GELB 04.326.2053.8 10

04.343.9056.8 10

04.343.9156.8 10
TS 2,5 GELB 07.311.2053.8 10

05.561.0053.0 100

-

WK 2,5 U/D/8113 S/V/VK

fine stranded solid V A
05-25mm? 05-4mm? 250V/4kV/3 12
No. 22-12 AWG 300V 20
No. 24-12 AWG 300V 15
5 mm 9 mm
N @

Type Part no. Std. pack

WK 2,5 U/8113 S/H 57.5603.2055.0 100

35x27x75EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1

WE2/U 75.623.5653.0 100
9708/2 S 35 75.5622.8553.0 100
9708 75.522.7053.0 100

AP2,5U/8113 S/H*** 07.311.9853.0

IVB WK 2,5-2 77.280.2227.0 10
IVB WK 2,5-3 77.280.2327.0 10
IVB WK 2,5-12 77.280.3227.0 10
AD VB 2,5 GELB 04.326.2053.8 10
TS 2,5 GELB 07.311.2053.8 10

05.584.0053.0 100
05.576.5853.0 25
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Feed-through terminal blocks
with screw/push-on connection

selos rPLUG

) D)

Push-on connectors 2.8 x 0.8 accord. to DIN 46247  Push-on connectors 2.8 x 0.8 accord. to DIN 46247
Push-on connectors 6.3 x 0.8 accord. to DIN 46247

WK 43-6S1K/U WK45S281K/U
Nominal data when using insulating housing fine stranded solid Y A fine stranded solid Vv A
EN 60 947-7-1, EN 61 210 05-4mm? 05-6mm* 800V/8kV/3 20¥ 05-4mm? 05-6mm? 800V/8kV/3 20%
UL-ratings field/factory wiring No. 22-12 AWG 300V 10 No.22-12 AWG 300V 10
CSA ratings No. 22-12 AWG 300V 10 No. 22-12 AWG 300V 10
Width Wire strip length 6 mm 9 mm 6 mm 9 mm
Approvals odned A EO®
Type Part no. Std. pack Type Part no. Std. pack
Terminal block with screw and
push-on connectors Color: gray
Push-on with 6 connectors 2.8 x 0.8 WK'43-6 S1K/U 57.5604.3755.0 100
Push-on with 5 connectors 2.8 x 0.8 WK458281K/U 57.504.3855.0 100
Distribution terminal Color: gray
Push-on with 10 connectors
Accessories
1. Mounting rail TS 35, DIN rail, 7.5 mm high L=2m 35x27x75EN60715  98.300.0000.0 1 35x27x75EN60715  98.300.0000.0 1
Mounting rail TS 35, DIN rail 15mm high  L=2m 35x 24 x 15 EN 60715 98.360.0000.0 1 35x 24 x 15 EN 60715 98.360.0000.0 1
Mounting rail TS 35, G rail L=2m 9006 EN 60715 G-32 98.190.0000.0 1 9006 EN 60715 G-32 98.190.0000.0 1
2. End clamp with U-foot 10 mm wide | 2/U 75.523.5653.0 100 WE 2/U 75.523.5653.0 100
End clamp TS 35 with screw 8 mm wide | 9708/2 S 35 75.522.8553.0 100 9708/2 S 35 75.522.8553.0 100
End clamp TS 32 with screw 7.5 mm wide | 9708 75.522.7053.0 100 9708 75.522.7053.0 100
3. End plate, 1.5 mm thick Color: gray | AP43S1K 07.311.3855.0 10 AP43S1K 07.311.3855.0 10
Color: blue
4. Insulating housing for push-on connector yellow
for HO. V-K 1.5 mm? 05.592.7553.0 2000 05.592.7553.0 2000
for HO. V-K 2.5 mm? 05.592.7653.0 2000 05.592.7653.0 2000
5. Cross connector with screws, E-Cu,
insulated 2pole IVB WK 4-2 77.281.1227.0 10 IVB WK 4-2 77.281.1227.0 10
3pole IVB WK 4-3 77.281.1327.0 10 IVB WK 4-3 77.281.1327.0 10
to 12pole IVB WK 4-12 77.281.2227.0 10 IVB WK 4-12 77.281.2227.0 10
6. Jumper rail, tin-plated brass L=04m
7. Cover strip for LED (transparent)
8. Single cover f. cross conn. with marking facility AD VB 4 GELB 04.326.2153.8 10 AD VB 4 GELB 04.326.2153.8 10
9. Cover strip for cross conn. over 10 blocks AD VB 6/10 GELB 04.342.0656.8 10 AD VB 6/10 GELB 04.342.0656.8 10
10.Partition plate TS 4 GELB 07.311.2153.8 10 TS 4 GELB 07.311.2153.8 10
11.Coding strip
For marking systems see pages 178-179 and 200-202 * Current carrying capability accord. to DIN 46249
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Push-on connectors 2.8 x 0.8 accord. to DIN 46247
Push-on connectors 6.3 x 0.8 accord. to DIN 46247

WK 4-3-6 S 1 K/IW/U

fine stranded solid Vv A
05-4mm? 05-6mm? 800V/8kV/3 20%
No. 22-12 AWG 600V 10
No. 22-12 AWG 300V 10
6 mm 9 mm
nNEede

Type Part no. Std. pack

WK43-6S1K/IW/U 57.5604.2755.0 100

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1

WE 2/U 75.523.5653.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.522.7053.0 100
APA3S 1K 07.311.3856.0 10

05.592.7553.0 2000

05.592.7653.0 2000
IVB WK 4-2 77.281.1227.0 10
IVB WK 4-3 77.281.1327.0 10
IVB WK 4-12 77.281.2227.0 10
AD VB 4 GELB 04.326.21563.8 10
AD VB 6/10 GELB 04.342.0656.8 10
TS 4 GELB 07.311.2163.8 10

Push-on connectors 2.8 x 0.8 accord. to DIN 46247

WK 4-5S 2,81 K/IW/U

fine stranded solid Vv A
05-4mm? 05-6mm? 800V/8kV/3 20%
No. 22-12 AWG 600V 10
No. 22-12 AWG 300V 10
6 mm 9 mm
Ne@®

Type Part no. Std. pack

WK458281K/IW/U 57.504.2855.0 100

35x27x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1

WE 2/U 75.523.5653.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.522.7053.0 100
APA3S 1K 07.311.3856.0 10

05.592.7553.0 2000

05.5692.7653.0 2000
IVB WK 4-2 77.281.1227.0 10
IVB WK 4-3 77.281.1327.0 10
IVB WK 4-12 77.281.2227.0 10
AD VB 4 GELB 04.326.21563.8 10
AD VB 6/10 GELB 04.342.0656.8 10
TS 4 GELB 07.311.2163.8 10

525

Push-on connectors 2.8 x 0.8 accord. to DIN 46247
Push-on connectors 6.3 x 0.8 accord. to DIN 46247

WK/5-10 S/U

fine stranded solid V A
800 V/8 kV/3 20%

300V 10

No. 22-12 AWG 300V 10

6 mm

One®

Type Part no. Std. pack

WK/5-10 S/U 57.504.3655.0 100

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1

WE 2/U 75.5623.5653.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.522.7053.0 100
AP5S 07.311.4655.0 10

05.5692.7553.0 2000

05.5692.7653.0 2000
IVB WKI 4-2 77.271.4227.0 10
IVB WKI 4-3 77.271.4327.0 10
IVB WKI 4-12 77.271.56227.0 10
AD VB 4 GELB 04.326.2153.8 10
AD VB 6/10 GELB 04.342.0656.8 10
TS 4 GELB 07.311.2163.8 10
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Distribution terminals
for push-on connectors

selos rLUG

Current carrying capability in accordance with
DIN 46249

Push-on connector
10 A

6.3 20 A

Current carrying capability in accordance with
EN 60 947-7-1, EN 61 210

UL-ratings field/factory wiring
CSA ratings

Width Wire strip length
Approvals

140

Distribution terminals
with 6 push-on connectors 2.8 x 0.8
Rapid mounting feed-through block

Accessories
1. Mounting rail TS 35, DIN rail, 7.5 mm high L =2m

. Coding piece

Color: gray

Mounting rail TS 35, DIN rail 15mm high L=2m
Mounting rail TS 35, G rail L=2m
2. End clamp with U-foot 10 mm wide
End clamp TS 35 with screw 8 mm wide
End clamp TS 32 with screw 7.5 mm wide
3. End plate, 2.5 mm thick Color: gray
End plate 2.5 mm thick Color: blue
4. Insulating sleeve for tab connector yellow
for HO. V-K 1.5 mm?
for HO. V-K 2.5 mm?
5. Cross connector with screws, E-Cu,
uninsulated 2pole
3pole
to 6pole
6. Jumper rail, tin-plated brass L=04m
7. Cover strip for LED (transparent)
8. Single cover f. cross conn. with marking facility
9. Cover strip for cross conn. over 10 blocks
Cover strip with warning symbol over 4 blocks
10. Snap-on partition plate

For marking systems see pages 178-179 and 200-202

——

Push-on connectors 2.8 x 0.8 accord. to DIN 46247
Push-on connectors 6.3 x 0.8 accord. to DIN 46247

WK/3-6 S/IW/U

fine stranded solid V A

05-4mm? 05-6mm? 800V/8kV/3 20
600V 10

No. 22-12 AWG 300V 10

6 mm

nNed

Type Part no. Std. pack

WK/3-6 S/IW/U 57.5604.6755.0 100

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1

2/U 75.523.5653.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.5622.7053.0 100
AP 3 S/IW 07.311.45556.0 50

05.5692.7553.0 2000
05.5692.7653.0 2000

VB WK/...S/IW/U-2
VB WK/...S/IW/U-3
VB WK/...S/\W/U-6

77.281.3227.0 10
77.281.3327.0 10
77.281.3627.0 10

AD VB 4 GELB
AD VB 6-10 GELB

04.326.2153.8 10
04.342.0653.8

TS 4 GELB 07.311.2153.8 10

L5

LX)

)

Push-on connectors 2.8 x 0.8 accord. to DIN 46247
Push-on connectors 6.3 x 0.8 accord. to DIN 46247

WK/3-6 S/U

fine stranded solid V A

800 V/8kV/3 20
300V 10

No. 24-12 AWG 300V 10

6 mm

ned

Type Part no. Std. pack

WK/3-6 S/U 57.504.6655.0 100

35x27 x7,5EN 60715

98.300.0000.0 1

35x 24 x 15 EN 60715 98.360.0000.0 1
9006 EN 60715 G-32 98.190.0000.0 1
WE 2/U 75.5623.5653.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.622.7053.0 100
AP3S 07.311.4455.0 50

05.5692.7553.0 2000

05.5692.7653.0 2000
9703/6-2 77.211.0227.0 50
9703/6-3 77.211.0327.0 50
9703/6-6 77.211.0627.0 50
AD VB 4 GELB 04.326.2153.8 10

AD VB 6-10 GELB

TS 4 GELB

04.342.0653.8

07.311.21563.8 10




Push-on connectors 2.8 x 0.8 accord. to DIN 46247
Push-on connectors 6.3 x 0.8 accord. to DIN 46247

WK/4-8 S/IW/U

fine stranded solid

No. 22-12 AWG
6 mm

Oned

Type

WK/4-8 S/IW/U

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32
WE 2/U

9708/2 S 35

9708

AP 4 S/IW

VB WK/...S/IW/U-2
VB WKY/...S/IW/U-3
VB WK/...S/IW/U-6

AD VB 4 GELB
AD VB 6-10 GELB

TS 4 GELB

V

800 V/8 kV/3
600V
300V

Part no. Std. pack

57.5604.6355.0 100

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1
75.523.5653.0 100
75.522.8553.0 100
75.522.7053.0 100
07.311.4366.0 50

05.5692.7553.0 2000

05.592.7653.0 2000

77.281.3227.0 10

77.281.3327.0 10
77.281.3627.0 10

04.326.21563.8 10
04.342.0653.8

07.311.2163.8 10

20
10
10

Push-on connectors 2.8 x 0.8 accord. to DIN 46247
Push-on connectors 6.3 x 0.8 accord. to DIN 46247

WK/4-8 S/U

fine stranded solid

No. 22-12 AWG
6 mm

A ed

Type

WK/4-8 S/U

35x27x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32
WE 2/U

9708/2 S 35

9708

AP4S

9703/6-2
9703/6-3
9703/6-6

AD VB 4 GELB
AD VB 6-10 GELB

TS 4 GELB

v

800 V/8 kV/3

300V

Part no. Std. pack

57.504.6255.0 100

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1
75.523.5653.0 100
75.522.8553.0 100
75.522.7053.0 100
07.311.4256.0 10

05.5692.7553.0 2000

05.592.7653.0 2000

77.211.0227.0 50

77.211.0327.0 50
77.211.0627.0 50

04.326.2153.8 10
04.342.0653.8

07.311.2163.8 10

Push-on connectors 2.8 x 0.8 accord. to DIN 46247
Push-on connectors 6.3 x 0.8 accord. to DIN 46247

WK/3-6 S KO/U

fine stranded solid

0.5 -4 mm?
No. 22-12 AWG
No. 22-12 AWG
6 mm

A ed

Type
WK/3-6 S KO/U

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32
WE 2/U

9708/2 S 35

9708

9701 A/61SKOTP2

2072/2
2072/2
2072/6

\Y

690 V/8 kV/3
300V
300V

Part no. Std. pack

57.5604.7355.0

98.300.0000.0 1
98.360.0000.0 1
98.190.0000.0 1
75.5623.5653.0 100
75.522.8553.0 100
75.522.7053.0 100
07.310.56856.0 50

05.5692.7553.0 2000
05.5692.7653.0 2000

77.220.0227.0 50
77.220.0227.0 50
77.220.0627.0 50

A
20
10
10
9 mm

141



Feed-through blocks with solder connection

selos

terminals WK 4/UF1 and WK 4/UF2 should be
mounted alternately in order to observe the
creepages and clearances required for the
specific rated voltages.

EN 60 947-7-1/DIN VDE 0611 T1
Ul-ratings

CSA ratings

Width

Approvals

Wire strip length

Feed through terminal
Color: gray
same dimensions as WK4

Accessories
1. Mounting rail TS 35, DIN rail 7.5mm high
Mounting rail TS 35, DIN rail 1.5mm high
Mounting rail TS 32 G rail
2. End clamp with U-foot

L=2m
L=2m
L=2m
10 mm wide
End clamp TS 35, with screw 8 mm wide

End clamp TS 32, with screw 7.5 mm wide

3. End plate, 1.5 mm thick Color: gray
4. Partition, 1.5 mm thick
5. Cross connector with screws, E-Cu
insulated 2pole
3pole
to 12pole

6. Cover for jumper bar with marking capability

7. Partition plate

For marking systems see pages 178-179 and 200-202
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WK 4/U F1

fine stranded solid Y
05-4mm? 05-6mm? 400 V/6 kV/3
No. 22-10 AWG 300V
No. 22-10 AWG 300V

6 mm

N @

Type Part no. Std. pack

WK 4/U F1 57.504.1055.0 100
35x27x75EN 60715 98.300.0000.0 1

35x 24 x 15 EN 60715
9006 EN 60715 G-32
WE 1/U

9708/2 S 35

9708

AP 25-4

TW2,5-4

IVB WK 4-2
IVB WK 4-3
IVB WK 4-12

AD VB 4 GELB

TS 4 GELB

98.360.0000.0 1
98.190.0000.0 1
75.623.5753.0 100
75.622.8553.0 100
75.5622.7053.0 100
07.311.0156.0 10

07.311.1155.0 10

77.281.1227.0 10
77.281.1327.0 10
77.281.2227.0 10

04.326.21563.8 10

07.311.21563.8 10

A
32
30
20
9 mm

WK 4/U F2

fine stranded solid V
05-4mm? 0.5-6mm? 400 V/6 kV/3
No. 22-10 AWG 300V
No. 22-10 AWG 300V

6 mm

A @

Type Part no. Std. pack

WK 4/U F2 57.504.1155.0 100
35x27 x7,5EN 60715 98.300.0000.0 1

35x 24 x 15 EN 60715
9006 EN 60715 G-32
WE 1/U

9708/2 S 35

9708

AP 2,5-4

TW 2,54

IVB WK 4-2
IVB WK 4-3
IVB WK 4-12

AD VB 4 GELB

TS 4 GELB

98.360.0000.0 1
98.190.0000.0 1
75.5623.57563.0 100
75.5622.86563.0 100
75.522.7053.0 100
07.311.01565.0 10

07.311.1165.0 10

77.281.1227.0 10
77.281.1327.0 10
77.281.2227.0 10

04.326.2153.8 10

07.311.21563.8 10

A
32
30
20
9 mm
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Micro modular feed through blocks

type WKM

selos VN

The terminal blocks of series WKM 2,5 F1/15 and
WKM 2,5 F2/15 must be mounted alternately in
order to maintain the required air and creepage
distances for the indicated rated voltage.

*) Ratings to adjacent feed-through block of same
series and size

**) For the current carrying capability of the
mounting rail see section facts & DATA

When using switchable connecting links you
have to insert a partition which reduces the
rated voltage to 400 V/6 kV/3

EN 60 947-7-2/DIN VDE 0611 T3

UL-ratings field/factory wiring
CSA ratings
Width Wire strip length
Approvals
Feed-through blocks with solder connection Color: gray
Feed-through block Color: gray
Feed-through block Color: blue

Ground block Color: green/yellow
Accessories

1. Mounting rail 15, DIN rail 5.5 mm high
2. End clamp, Polyamide

L=2m

7.5 mm wide

3. End plate 1,5 mm thick Color: gray
Color: blue
4. Partition 1.5 mm thick Color: gray
Color: blue

5. Cross connector with screws, E-Cu
insulated (jumper) 2pole
3pole
to 12pole

6. Single cover f. cross conn. with marking facility
7. Partition plate with marking facility

For more accessories see pages 160-177

For marking systems see pages 178-179 and 200-202
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M2,5

32

15.9

WKM 2,5 F1/15

fine stranded solid
0.5- 2.5 mm? 0.5-4 mm?

5 mm
0&@
Type

WKM 2,5 F1/15

9021/15 x 5,5 EN 60715
9208 S 15
APM 2,5 F./15

AD VB 2,5/15 GELB
TSM 2,5/15

\Y

Part no. Std. pack
55.503.1253.0 100

98.090.0015.0 10
75.5622.7553.0 100
07.311.0653.0 10

04.326.3053.8 10
07.311.2853.8 10

500 V/6kV/3

A
24

9 mm

WKM 2,5 F2/15

fine stranded solid
0.5-2.5mm? 0.5-4 mm?

5 mm
0&@
Type

WKM 2,5 F2/15

9021/15x 5,5 EN 60715
9208 S 15
APM 25F./15

AD VB 2,5/15 GELB
TSM 2,5/15

V

Part no. Std. pack
55.503.13563.0 100

98.090.0016.0 10
75.5622.7553.0 100
07.311.0653.0 10

04.326.3053.8 10
07.311.2853.8 10

500 V/6kV/3

A
24

9 mm




32
M 25
o~
m
o~
)
WKM 2,5/15
fine stranded solid V A
05-25mm? 05-4mm? 500V/6kV/3 24
No. 22-14 AWG 300V 10
No. 22-12 AWG 600 V 25
5mm 9 mm
o@seveExD® B N* @ BreEEx S §
Type Part no. Std. pack
WKM 2,5/15 55.503.1053.0 100
WKM 2,5/15 BLAU 55.503.1053.6 100

9021/15x5,5EN 60715  98.090.0015.0 10

9208 S 15 75.5622.75563.0 100
APM 2,5 - 4/15 07.311.0853.0 10
APM 2,5 - 4/15 BLAU 07.311.0853.6 10
TWM25-4/15 07.311.1853.0 10

TWM 2,5 - 4/15 BLAU 07.311.18563.6 10

AD VB 2,5/15 GELB
TSM 2,5/15

04.326.3053.8 10
07.311.2853.8 10

*CL 1, ZN1, AExe Il / **CL I, ZN1, Exe Il pending

WKM 4/15

fine stranded solid V A
05-4mm? 05-6mm? 500 V/6 kV/3 32
No. 22-10 AWG 600V 30
No. 20-10 AWG 600V 37
6 mm 9 mm
@ & IR N * @ * %

Type Part no. Std. pack

WKM 4/15 55.504.1053.0 100

WKM 4/15 BLAU 55.504.1053.6 100

9021/15x5,5EN 60715 98.090.0015.0 10

9208 S 15 75.5622.7553.0 100
APM 2,5 - 4/15 07.311.0853.0 10
APM 2,5 - 4/15 BLAU 07.311.0853.6 10
TWM 2,5-4/15 07.311.1853.0 10

TWM 2,5 - 4/15 BLAU 07.311.18563.6 10

IVB WK 4 E/U-2 77.271.2227.0 10
IVB WK 4 E/U-3 77.271.2327.0 10
IVB WK 4 E/U-12 77.271.3227.0 10
AD VB 4/15 GELB 04.326.2953.8 10
TSM 4/15 07.311.2953.8 10

*CL 1, ZN1, AExe Il / **CL I, ZN1, Exe Il pending

316

WKM 4 SL/15

fine stranded solid V A
05-4mm? 05-6mm? 500 V/6 kV/3*

No. 22-14 AWG 300 V*! 10
No. 22-10 AWG

6 mm 9 mm
@ sevex® v W ¥ @ ** BrEEX )

Type Part no. Std. pack

WKM 4 SL/15 55.5604.9153.0 100

9021/15 x 5,5 EN 60715** 98.090.0015.0 10
9208 S 15 75.5622.7553.0 100
APM 4 SL/15 07.311.0753.0 10

*CL 1, ZN1, AExe Il / **CL I, ZN1, Exe Il pending
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Current transformer disconnect terminals

Current transformer circuits must always have a closed secondary circuit.

This rule applies even when changing measuring instruments or electric

meters and when carrying out reference measurements with external measuring
instruments.

O The WKT-Terminal Block Series meets all - This modular concept reduces inventory
circuit applications with the addition of a and component costs.
few accessories.

O All components including the terminal - Test points are touch safe to the
block and accessories are insulated. standard VGB4
- Sliding link and jumper bars are touch
safe.

0 Compact design:

Easy to operate Sliding-Link - The insulated housing on the Sliding-Link
provides a guide for the screwdriver
blade. This prevents the blade from
accidentally slipping off the screw head.
The insulated housing also provides visual
indication of the circuit status (open or

Jumper Bars closed).

Siding Shorting Bars - Accessories are easily installed with a

screwdriver, even the test plugs.

!

!

|

Test plug socket

!

0 Safe operation of the sliding shorting bar: - The sliding shorting bar is designed such

The sliding shorting bar is touch safe. that the test plug socket remains
available for testing.
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Insulated Jumpering System

Distribution of the K - potential is possible
due to the open slots for both the sliding
shorting bar and the stationary jumper bar.
Commoning every other terminal is
possible by removing every other pole
from the stationary jumper bar (see
drawing on page 149).

Insulated Test sockets

The test sockets accept Wieland standard
plugs or commercially available safety
plugs with a diameter of 4mm.

This allows current tests without shut-
down.

The sliding disconnect locking device
prevents tampering of the disconnect
screw. The locking device can lock the
screw in open or closed position. This
device is easily installed into the top of the
terminal block. Removing the locking
device requires a standard screwdriver.

Marking capability with the standard
Wieland marking system.

O Single marking tags in the same pitch
as the terminal block

O Snap-on marking strips (10 individual
marking tags per strip) for rapid marking

O Tear-off marking strips for marking up to
3-digits per terminal block

DQS certificates for all product families
0 Quality standard as per DIN ISO 9001
O in Development, Production, Assembly

O Continued control of the quality standard
by means of regular internal and external
quality audits

O Compatible with certificates of other
countries:

BSI Certificate, Great Britain

SQS Certificate, Switzerland
Aib-Vincotte Certificate, Belgium
OQS Certificate, Austria

Material

O Special alloys and surface treatments
O Low contact resistance

O High corrosion Resistance

0 Metal parts

Clamping body/clamping screws:
steel, zinc-plated and dichromated

Current carrying bar: Tin plated copper
alloy

0 Insulation material

Polyamide 66/6 for its excellent
electrical, chemical and mechanical
characteristics

(see section facts & DATA)

Material accord. to US standard
UL 94-V0

You can use our wieplan software to
configure your own terminal block
assemblies

(see page 10/11).

Note:

The information regarding cross
sectional area and connection types
pertains to unprepared wires
without ferrules.

The voltage ratings apply to the
terminals in their intended application.
When different products are mounted
adjacent to each other, the proper
isolation distances must be adhered to.
For this purpose, Wieland offers a large
selection of appropriate accessories.

A detailed description of technical
data, the standards’ requirements, and
the application conditions can be found
in part facts & DATA.
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Current transformer disconnect terminal block

selos

EN 60 947-7-1/DIN VDE 0611 T1

UL-ratings field/factory wiring
CSA ratings

Width Wire strip length
Approvals

Current transformer disconnect terminal

Accessories
1. Mounting rail TS 35, DIN rail 7.5mm high
Mounting rail TS 35, DIN rail, 15mm high
Mounting rail TS 32, G rail
2. End clamp with U-foot

L=2m
L=2m
L=2m

End clamp TS 35 with screw
End clamp TS32 with screw
3. Disconnect locking device
4. Sliding short-circuit slide
insulated

3pole
4pole

5. Jumper bar with screws, E-Cu
insulated 2pole
3pole
4pole
5pole
10pole
6. Test socket
Color: violet

Color: green

Color: yellow

For more accessories see pages 160-177

For marking systems see pages 178-179 and 200-202
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10 mm wide
8 mm wide
7.5 mm wide

2pole

Color: gray

a7

—

available from 02/02

WKG6 TK/35

fine stranded solid V
05-6mm? 0.5-10mm? 400 V/6 kV/3
No. 20-8 AWG 600V
No. 20-8 AWG 300V

8 mm

A\ @ pending

Type Part no. Std. pack
WKB TK/35 56.106.0553.0

35x27x7,5EN 60715
35x 24 x 15 EN 60715

WE 1/U
9708/2 S 35

SP WKB TK

IVS WKG TK-2
IVS WK6 TK-3
IVS WK6 TK-4

IVB WKG TK-2
|VB WK6 TK-3
IVB WKG TK-4
IVB WKG TK-5
IVB WK6 TK-10
SB 4 GRAU

SB 4 VIOLETT
SB 4 GRUN

SB 4 GELB

98.300.0000.0
98.360.0000.0

75.5623.5753.0
75.522.8553.0

05.563.5453.0

77.212.2227.0
77.212.2327.0
77.212.2427.0

77.212.1227.0
77.212.1327.0
77.212.1427.0
77.212.1527.0
77.212.2027.0
05.511.2953.0
05.511.2953.9
05.511.2953.7
05.511.2953.8

100
100

32
45
45

81

618
693

available from 02/02

WK6 TK P3/35

fine stranded solid Vv A
05-6mm? 0.5-10mm? 400V/6kV/3 32
No. 20-8 AWG 600V 45
No. 20-8 AWG 300V 45
8 mm

A\ @ pending

Type Part no. Std. pack

WKB6 TK P3/35 56.106.0653.0

35x27x7,5EN 60715
35x 24 x 15EN 60715

98.300.0000.0 1
98.360.0000.0 1

WE 1/U 75.523.56753.0 100
9708/2 S 35 75.522.8553.0 100
SPWKB TK 05.563.5453.0
IVS WK TK-2 77.212.2227.0
IVS WK6 TK-3 77.212.2327.0
IVS WK6 TK-4 77.212.2427.0
IVB WK TK-2 77.212.1227.0
IVB WKB TK-3 77.212.1327.0
IVB WK6 TK-4 77.212.1427.0
IVB WKB TK-5 77.212.1527.0
IVB WK TK-10 77.212.2027.0
SB 4 GRAU 05.511.2953.0
SB 4 VIOLETT 05.511.2953.9
SB 4 GRUN 05.511.2953.7
SB 4 GELB 05.511.2953.8




Application example:

Pos. Type Part no. Std. pack
1. WE1/4 75.523.5753.0 100
2. \WK6 TK/35 56.106.0053.0
3. SB4GRAU 75.523.5753.0 100
4. SBWKBTK 05.563.5453.0
5. IVS WK6 TK-2 77.212.2227.0
for a common K-potential
6. IVBWK6 TK-5 77.212.1527.0

nm
A
o

[= -3
O
nﬂﬂ
h—y
~
p—

hY

Yo B

Jd

L1
—
L2 ——
—
L3 —
N
a Jan
L P
|
12 1 ]2 12 1 z/®
Pr.
£y
Ly
open
closed
T |4
k 1 k 1 k | k |

Simple current transformer circuits
1 = normal operation 3 = transformer short circuit

2 = measured value testing 4 = relay testing
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selos POWER LINE

150

RFK offers ...
0 Rising Cage Connection Technology

O Rising Cage and Ring Terminal
Connection

0 Ring Terminal connections in two
styles:
— Screw (bolt) with nut
— Screw (bolt) with threaded current bar

O Rated cross section: 95 — 240 mm?
0 Connection Range: 2/0 AWG - 500 MCM

0 Material:
— Insulating housing, partition, cover:
Polyamide 66/6

— Current carrying bar and jumper rail:
E-Cu

— Screws, nuts, washers, clamping
bodies: galvanically zinc-plated steel

0 Touch Safe Covers

0 Partition Plates with marking capability

0 Jumper bar:
Available in 2, 3, or 4 pole versions.

Installation instructions:

When tightening the terminal screw, it is
recommended that you hold it against the
conductor in order to prevent deformation
of the mounting rail and to keep the foot
of the terminal free from torsional forces.

Application advantages

— A stripped wire can be connected
without ferules/unprepared

- Secure connection due to the elastic
design of the clamping body

- Connection requires ring lug terminal

- Secure connection with use of lock
washers

- Due to its excellent electrical,
chemical and mechanical properties

- Low contact resistance

- Touch safe covers can be installed after
connections have been made and do not
increase the pitch of the assembly.

- Partition plates provide both visual and
electrical separation of adjacent terminals.
They do not increase the pitch of the
assembly and can be marked with the
Wieland standard marking system.

— Jumper bars are used to common the
potential of RFK terminals with ring
connection.

The threaded hole in the foot of the
terminal type RFK 1/...PA enables the
terminals to be screwed to the mounting
rail. Perforated rails are available for the
purpose and the mounting rail is pre-drill
accordingly on site or at the factory.

Caution: Make sure that the recommended
stripped length for the conductor of 27 mm
is observed!



BK offers ...

O Stud bolt connection

0 Torque values to stud bolt diameter
standard up to 10 Nm
Connection range per stud bolt

diameter standard
DIN 46 234 from 2.5 to 240 mm

0 Material:
— Insulated housing: epoxy resin
— Stud Bolt, nut and lock washer:
galvanized steel, zinc plated

— Jumper Bar: E-Cu

— Locking slide, marking tag, and
marking tag holder: Polyamide

0 End plates / partition plate with
marking capability

0 Marking tag cover

0 Jumper bar:
Available in 2, 3, 4 pole versions

0 Locking slides
allows the BK series to be locked onto
the DIN rail

DQS certificates for all company divisions
0 Quality standard as per DIN ISO 9001
O in Development, Production, Assembly

0 Continued control of the
quality standard by means of regular
internal and external quality audits

O Compatible with certificates of other
countries:

BSI Certificate, Great Britain

SQS Certificate, Switzerland
Aib-Vincotte Certificate, Belgium
OQS Certificate, Austria

Application advantages
- No loose wires

- High contact force ensures a secure
connection with the use of a lock
washer

- Constant operating temperature; 150 °C

- Nuts, washer, lock washer are included
but are packaged separately

End plates/partition plates provide both
visual and electrical separation of adjacent
terminals. They do not increase the pitch
of the assembly and can be marked with
the Wieland standard marking system.

The marking tag cover is a translucent
yellow material which protects the
marking tag against dust and other
industrial elements.

With the BK terminal series fot ting
connection, it is possible to common the
potential of adjacent terminals with a
jumper bar.

The locking slide ensures secure
mounting of the BK terminal on the
DIN rail. This is important due to larger
conductor sizes and higher torque
values of the BK series.

You can use our wieplan software to
configure your own terminal block
assemblies

(see page 10/11).

A detailed description of technical data,
the standards’ requirements, and the
application conditions can be found in
part facts & DATA.
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Stud bolt terminal for
32 mm DIN rail

selos POWER LINE

T
1
)
The wire size is dependent on the hole diameter of the ring The wire size is dependent on the hole diameter of the ring
terminal of 6.5 mm and the max. ring terminal width of 15 mm terminal of 6.5 mm and the max. ring terminal width of 15 mm
BK M 6/32 BK M 8/32
DIN VDE 0110 Vv A V A
Ul-ratings field/factory wiring 1500 V~ 1800V = Gr.C 1500 V~ 1800V = Gr.C
CSA ratings 2 AWG 600 V 115 3/0 AWG 1000 V 200
Width Wire strip length 18 mm 26 mm
Approvals A @ @ A @ @
Type Part no. Std. pack Type Part no. Std. pack
Stud bolt terminal BK M 6/32 32.630.0042.0 50 BK M 8/32 32.640.0042.0 50
Accessories
1. Mounting rail TS 35, DIN rail, 7.5 mm high L =2m
Mounting rail TS 35, DIN rail 15 mm high L=2m
Mounting rail TS 35, G rail L=2m | 9006 EN 60715 G-32 98.190.0000.0 1 9006 EN 60715 G-32 98.190.0000.0 1
2. End clamp with U-foot 10 mm wide | WE 1/U 75.523.5753.0 100 WE 1/U 75.523.5753.0 100
End clamp TS32 with screw 8 mm wide
End clamp TS32 with screw 7.5mm wide | 9708 75.522.7053.0 100 9708 75.522.7053.0 100
3. End plate with marking capability 07.340.4153.0 50 07.340.4153.0 50
or 07.340.4353.0 *' 50
4. Partition with marking capability 07.340.1153.0 50 07.340.1153.0 50
or 07.340.1353.0*' 50
5. Jumper bar from E-Cu
for 2 blocks
for 3 blocks
for 4 blocks
6. Marking tag cover (see page 151) Color: yellow 04.326.0056.0 100 04.326.0056.0 100
7. Marking plate 07.340.2153.0 50 07.340.2153.0 50

or 07.340.2353.0* 50

*) When selecting the partition you have to consider
For marking systems see pages 178-179 and 200-202 the air and creepage distances.

152




The cross sectional area is determined by the bore hole
diameter of the ring terminal of 10.5 mm
and the max. ring terminal width of 30 mm

BK M 10/32
\ A
1500 V~ 1800V = Gr.C
300 MCM 1000 V 285
32 mm
PaN(Y6) Standard to DIN 46 234
Type Part no. Std. pack
BK'M 10/32 32.650.0042.0 50 Stud Bolt Wire gauge Hole diameter Width of
Diameter mm?  AWG/MCM of the ring terminal ring terminal
6 25 14 6.5 11
6 6 10 6.5 11
6 10 8 6.5 11
6 16 6 6.5 11
9006 EN 60715 G-32 98.190.0000.0 1 6 25 4 6.5 12
WE 1/U 75.523.5753.0 100 6 35 2 6.5 15
8 2,5 14 8.4 14
9708 75.522.7053.0 100 8 6 10 8.4 14
07.340.4353.0 50 8 10 8 8.4 14
8 16 6 8.4 14
07.340.1353.0 50 8 25 4 8.4 16
8 35 2 8.4 16
8 50 0 8.4 18
VB RFK 1/95/2/32 07.205.1227.0 20 8 70 2/0 8.4 22
VB RFK 1/95/3/32 07.205.1327.0 10 8 95 3/0 8.4 24
VB RFK 1/95/4/32 07.205.1427.0 10 8 120 250 8.4 24
04.326.0056.0 100 10 6 10 10.5 18
07.340.2353.0 50 10 10 8 10.5
10 16 6 10.5 18
10 25 4 10.5 18
10 35 2 10.5 18
10 50 0 10.5 18
10 70 2/0 10.5 22
10 95 3/0 10.5 24
10 120 250 10.5 24
Part no. B H, H, 10 150 300 10.5 30
07.340.2153.0 80 22
07.340.2353.0 115 25
07.340.4153.0 80 50
07.340.4353.0 115 62
07.340.1153.0 80 50
07.340.1353.0 115 62
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Stud bolt terminal
for TS 35 mm DIN rail

selos POWER LINE

725

BK M 6/35 BK M 8/35
Vv A V
DIN VDE 0110 250 V/4 kv/6" 250 V/4 kV/6"
UL-ratings field/factory wiring
CSA ratings
Width 19.6 mm 24.6 mm
Approvals
Type Part no. Std. pack Type Part no. Std. pack
Stud bolt terminal BK M 6/35 32.530.0053.0 BK M 8/35 32.540.0053.0
Accessories
1. Mounting rail TS 35, DIN rail, 7.5 mm high L=2m 35x27x75EN60715  98.300.0000.0 1 35x27x75EN60715  98.300.0000.0 1
Mounting rail TS 35, DIN rail 15 mm high L =2m 35x 24 x 15 EN 60715 98.360.0000.0 1 35x 24 x 15 EN 60715 98.360.0000.0 1
Mounting rail TS 35, G rail L=2m
2. End clamp with U-foot 10 mm wide | WE1/U 75.523.5753.0 100 WE1/U 75.523.5753.0 100
End clamp TS35 with screw 8 mm wide | 9708/2 S35 75.522.8553.0 100 9708/2 S 35 75.522.8553.0 100
End clamp TS32 with screw 7.5 mm wide
3. Partition plate TW BK M 6/35 07.340.3553.0 TW BK M 8/35 07.340.3653.0
4. Jumper bar: from E-Cu
for 2 pole VB BK M 6/35-2 07.205.5227.0 VB BK'M 8/35-2 07.205.7227.0
for 3 pole | VBBKM6/35-3 07.205.5327.0 VB BK M 8/35-3 07.205.7327.0
6. Marking tag
For marking systems see pages 178-179 and 200-202 available for delivery from 04/2002 available for delivery from 04/2002
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BK M 10/35

35.6 mm

Type
BK M 10/35

35x27x7,5EN 60715
35x 24 x 15 EN 60715

WE 1/U
9708/2 S 35

TW BK'M 10-12/35

VB BK M 10/35-2
VB BK M 10/35-3

e

\Y

250 V/4 kv/6"

Part no. Std. pack
32.550.0053.0

98.300.0000.0 1
98.360.0000.0 1

75.5623.57563.0 100
75.522.8553.0 100

07.340.3753.0

07.205.8227.0
07.205.8327.0

available for delivery from 04/2002

415

BK M 12/35

35.6 mm

Type
BK M 12/35

35x27x75EN60715
35x24x 15 EN 60715

WE 1/U
9708/2 S 35

TW BK M 10-12/35

VB BK M 10/35-2
VB BK M 10/35-3

_hi_

795

250 V/4 kv/6"

Part no. Std. pack
32.560.0053.0

98.300.0000.0 1
98.360.0000.0 1

75.5623.5753.0 100
75.522.8553.0 100

07.340.3753.0

07.205.9227.0
07.205.9327.0

available for delivery from 04/2002

A

" Without partition plate
800V / 8K V/3 with partion plate TWBK
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Terminal blocks for up to 240 mm? (500 MCM)

selos POWER LINE

DIN VDE 0611 Teil 1/EN 60947-7-1

Ul-ratings
CSA ratings
Width
Approvals

Configurations

Accessories

o ok~ W

156

End clamp TS35 with screw
End clamp TS32 with screw
. Cover for RFK 1/...
. Partition/end plate PA 66/6
. Screws for fixation on the mounting rail
. Jumper bar for tab connection blocks

field/factory wiring

Wire strip length

Color: gray F
Color: gray

Color: gray FK
Color: gray FM
Color: gray FMK

1. Mounting rail TS 35, DIN rail, 7.6 mm high L =2m
Mounting rail TS 35, DIN rail 15 mm high
Mounting rail TS 35, G rail

2. End clamp with U-foot

8 mm wide

7.5 mm wide

Color: yellow

2.8 mm thick

For marking systems see pages 178-179 and 200-202

L=2m
L=2m

10 mm wide

from E-Cu
for 2 blocks
for 3 blocks
for 4 blocks

RFK 1/95... S35
fine stranded \
16-95 mm? 1000 V
6-3/0 AWG 600V
6-3/0 AWG 600V
32 mm
@A 0@EnNEBE
Type Part no. Std. pack
RFK1/95 F S 35 56.395.0055.0 10
RFK 1/95K S 35 56.395.0155.0 10
RFK 1/95 FK S 35 56.395.0255.0 10
RFK 1/95 FM S 35 56.395.1055.0 10
RFK 1/95 FMK S 35 56.395.1255.0 10
35x27 x75EN 60715 98.300.0000.0 1
35x24 x 15 EN 60715 98.360.0000.0 1
WE 2/U 75.523.5653.0 100
9708/2 S35 75.522.8553.0 100
9708 75.522.7053.0 100
77.409.5753.0 10
TE/RFK 1/95 07.340.0353.0 50
VB RFK 1/95/2/32 07.205.1227.0 20
VB RFK 1/95/3/32 07.205.1327.0 10
VB RFK 1/95/4/32 07.205.1427.0 10

250
200
200
27 mm

RFK 1/95... PA

fine stranded \ A

16-95 mm? 1000 V 250

6-3/0 AWG 600V 200

6-3/0 AWG 600V 200

32 mm 27 mm

@A 0@En NGBS

Type Part no. Std. pack

RFK 1/95 F PA 59.195.0055.0 10

RFK 1/95 K PA 59.195.0155.0 10

RFK 1/95 FK PA 59.195.0255.0 10

RFK 1/95 FM PA 59.195.1055.0 10

RFK 1/95 FMK PA 59.195.1255.0 10

9006 EN 60715 G-32 98.190.0000.0 1

WE 2/U 75.523.5653.0 100

9708/2 S35 75.522.8553.0 100

9708 75.522.7053.0 100
77.409.5753.0 10

TE/RFK 1/95 07.340.0353.0 50

AM 5 x 12 DIN 933 06.065.0021.0 100

VB RFK 1/95/2/32 07.205.1227.0 20

VB RFK 1/95/3/32 07.205.1327.0 10

VB RFK 1/95/4/32 07.205.1427.0 10




RFK 1/150... S35

fine stranded V A
70-240 mm?  70-240 mm? 1000 V 335
0 AWG - 300 MCM 600V 275
0 AWG - 300 MCM 600V 300
42 mm 27 mm
@ OwrE v NEE® G

Type Part no. Std. pack

RFK 1/150 K S35
RFK 1/150 FK S35

56.397.0155.0
56.397.0255.0
RFK 1/150 FMK S35 56.397.1255.0

35x27x7,5EN 60715
35x 24 x 15 EN 60715

98.300.0000.0 1
98.360.0000.0 1

WE 2/U 75.5623.56563.0 100
9708/2 S35 75.522.85563.0 100
9708 75.522.7053.0 100

77.409.5763.0 10
TE/RFK 1/150 - 240 PA 07.340.1053.0 50
VB RFK 1/185/2 07.201.4227.0 10
VB RFK 1/185/3 07.201.4327.0 10
VB RFK 1/185/4 07.201.4427.0 10

RFK 1/150... PA

fine stranded \ A
70-240 mm?  70-240 mm? 1000 V 335
0 AWG - 300 MCM 600 V 275
0 AWG - 300 MCM 600 V 300
42 mm 27 mm
@A 0®iE NGBS

Type Part no. Std. pack

RFK 1/150 K PA 59.197.0155.0 10

RFK 1/150 FK PA 59.197.0255.0 10

RFK 1/150 FMK PA 59.197.1255.0 10

9006 EN 60715 G-32 98.190.0000.0 1

WE2/U 75.5623.5653.0 100
9708/2 S 35 75.522.8553.0 100
9708 75.522.7053.0 100

77.409.5753.0 10
TE/RFK 1/150 - 240 PA 07.340.1053.0 50
AM 5 x 12 DIN 933 06.065.0021.0 100
VB RFK 1/185/2 07.201.4227.0 10
VB RFK 1/185/3 07.201.4327.0 10
VB RFK 1/185/4 07.201.4427.0 10

mm? | Type axb |MI[MII| H| L | F|E
95 |FEKFKFMFMK|5x18|M10| M 8| 78 | 180| 92 | 46
150 | K, FK,FMK [6x26|M12{M10|85.5| 200 92 | 46

Configurations:
F

FK

FM

FMK
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Terminal blocks for up to 240 mm? (500 MCM)

selos POWER LINE

EN 60 947-7-1/DIN VDE 0611 T1

UL-ratings field/factory wiring

CSA ratings

Width Wire strip length

Approvals

Configuration Color: gray F

Color: gray K
Color: gray FK
Color: gray FM
Color: gray FMK

Accessories
1. Mounting rail TS 35, DIN rail, 7.6 mm high L=2m

Mounting rail TS 35, DIN rail 15 mm high  L=2m
Mounting rail TS 35, G rail L=2m
2. End clamp with U-foot 10 mm wide
End clamp TS32 with screw 8 mm wide
End clamp TS32 with screw 7.5 mm wide

3. Cover for RFK 1/... Color: yellow
4. Partition/end plate PA 66/6 2.8 mm thick
5. Screws for fixation on the mounting rail

from E-Cu
for 2 blocks
for 3 blocks
for 4 blocks

6. Jumper bar for tab connection blocks

For marking systems see pages 178-179 and 200-202
158

— | B
v L

RFK 1/185... S35

RFK 1/185... PA

V A

1000 V/8 kV/3 353

0 AWG - 400 kemil 600V 375

0 AWG - 400 MCM 600V 375

42 mm 27 mm

AVDErNETE

Type Part no. Std. pack
RFK1/185F S 35 56.398.0055.0 10
RFK 1/185 FM S 35 56.398.1055.0 10
35x27x75EN60715  98.300.0000.0 1
35x 24 x 15 EN 60715 98.360.0000.0 1
WE 2/U 75.523.5653.0 100
9708/2 S35 75.522.8553.0 100
77.409.5853.0 10
TE/RFK 1/150 - 240 PA 07.340.1053.0 50
VB RFK 1/185/2 07.201.4227.0 10
VB RFK 1/185/3 07.201.4327.0 10
VB RFK 1/185/4 07.201.4427.0 10

V A

1000 V/8 kV/3 353

0 AWG - 400 kemil 600V 375

0 AWG - 400 MCM 600V 375

42 mm 27 mm

A0 ®EEr AN @ @

Type Part no. Std. pack
RFK 1/185 F PA 59.198.0055.0 10
RFK 1/185 FM PA 59.198.1055.0 10
9006 EN 60715 G-32 98.190.0000.0 1
WE 2/U 75.523.5653.0 100
9708 75.522.7053.0 100
77.409.5853.0 10
TE/RFK 1/150 - 240 PA 07.340.1053.0 50
AM 5 x 12 DIN 933 06.065.0021.0 100
VB RFK 1/185/2 07.201.4227.0 10
VB RFK 1/185/3 07.201.4327.0 10
VB RFK 1/185/4 07.201.4427.0 10




RFK 1/240... S35

fine stranded stranded V A

70-240 mm?  70-240mm? 1000 V/8 kV/3 415
0 AWG - 500 kemil 600V 375

3/0 AWG -500 MCM 600 V 425

42 mm 27 mm

AV®mErNET® @

Type Part no. Std. pack

RFK 1/240 F S 35* 56.399.0055.0 10

RFK 1/240K S 35 56.399.0155.0 10

RFK 1/240 FK S 35*! 56.399.0255.0 10

RFK 1/240 FM S 35*) 56.399.1055.0 10

RFK 1/240 FMK S 35* 56.399.1255.0 10

35x27 x7,5EN 60715 98.300.0000.0 1

35x 24 x 15 EN 60715 98.360.0000.0 1

WE 2/U 75.523.5653.0 100

9708/2 S 35 75.522.8553.0 100

77.409.5853.0 10

TE/RFK 1/150 - 240 PA 07.340.1053.0 50

VB RFK 1/240/2 07.201.8227.0 10
VB RFK 1/240/3 07.201.8327.0 10
VB RFK 1/240/4 07.201.8427.0 10

* Only use ring terminals accord. to DIN 46234

86,5

RFK 1/240... PA

fine stranded stranded V A

70-240 mm?  70-240mm? 1000 V/8 kV/3 415
0 AWG - 500 kemil 600V 375

3/0 AWG - 500 MCM 600 V 425

42 mm 27 mm

A0 ®EE r A @ @

Type Part no. Std. pack

RFK 1/240 F PA¥) 59.199.0055.0 10

RFK 1/240 K PA 59.199.0155.0 10

RFK 1/240 FK PA*! 59.199.0255.0 10

RFK 1/240 FM PA*! 59.199.1055.0 10

RFK 1/240 FMK PA* 59.199.1255.0 10

9006 EN 60715 G-32
WE 2/U

98.190.0000.0 1
75.5623.5653.0 100
9708 75.522.7053.0 100
77.409.5853.0 10
07.340.1053.0 50
06.065.0021.0 100

TE/RFK 1/150 - 240 PA
AM 5 x 12 DIN 933

VB RFK 1/240/2 07.201.8227.0 10
VB RFK 1/240/3 07.201.8327.0 10
VB RFK 1/240/4 07.201.8427.0 10

mm? | Type axb |[MI|MI| H| L | F|E
185 | F, FM 6x26|M12| - - | 200| 92 | 46
F, FM 8x26|M12| - - | 200| 92 | 46
240 | FK, FMK 8 x26|M12|M12]100.5| 200| 102 | 46
K 8x26| - |M12/100.5/ 200| 112 | 56

Configurations:
F

FK

FM

FMK
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Accessories
for DIN rail terminal blocks

selos

Jumper comb, insulated

Type Part no. Std. pack Type Part no. Std. pack Type Part no. Std. pack
for terminal blocks type WK 4 E/U WK 4 E/U
1 mm thick 1 'mm thick, angled

WK 2,5-4 KI/U 2pole IVBWK4E-2 77.255.2227.0 10 2pole IVBSWK4E-2 Z77.256.4227.0 10
WK 2,5-4 KI/U-NGN 3pole IVBWK 4 E-3 77.255.2327.0 10 3pole IVBSWK4E-3 Z7.256.4327.0 10
WK 2,5-4 KI/U-PGN 4pole IVBWK 4 E-4 77.255.2427.0 10 4pole IVBSWK4E-4  77.256.4427.0 10
WK 2,5-4 KI SL 5pole IVBWK 4 E-5 77.255.2527.0 10 5pole IVBSWK4E-5 Z77.256.4527.0 10
WK 2,5-4 KI SL-NGN 6pole IVBWK4E-6 77.255.2627.0 10 6pole IVBSWK4E-6 Z77.256.4627.0 10
WK 2,5-4 KI SL-PGN 7pole IVBWK 4 E-7 77.255.2727.0 10 7pole IVBSWK4E-7 77.256.4727.0 10
WK 2,5-3 D/U 8pole IVBWK4E-8 77.255.2827.0 10 8pole IVBSWK4E-8 77.256.4827.0 10
WK 2,5-3 D/U-NGN 9pole IVBWK4E-9 77.255.2927.0 10 9pole IVBSWK4E9 Z77.256.4927.0 10
WK 2,5-3 D/U-PGN 10pole IVBWK 4 E-10  Z7.255.3027.0 10 10pole IVBSWK 4 E-10  Z7.256.5027.0 10
WK 2,5-3 D SL 11pole VBWK4 E-11  Z7.255.3127.0 10 11pole IVBSWK 4 E-11  77.256.5127.0 10
WK 2,5-3 D SL-NGN 12pole VBWK 4 E-12  Z7.255.3227.0 10 12pole IVBSWK 4 E-12  77.256.5227.0 10

WK 2,5-3 D SL-PGN
0.8 mm thick, angled

2pole VBWK25-K-2 red Z27.267.0227.5 10
3pole IVBWK25-K-3 red 27.267.0327.5 10
4pole IVBWK25-K-4 red Z7.267.0427.5 10
5pole IVBWK25K-5 red 27.267.0527.5 10
6pole IVBWK25-K-6 red Z27.267.0627.5 10
7pole IVBWK25-K-7 red 27.267.0727.5 10
8pole IVBWK25-K-8 red Z7.267.0827.5 10
9pole IVBWK25-K-9 red Z7.267.0927.5 10
10pole VB WK 2,5-K-10red Z27.267.1027.5 10
11pole VBWK 2,5-K-11red Z7.267.1127.5 10
12pole VBWK 2,5-K-12red Z27.267.1227.5 10
70pole VBWK 25K M-70 red Z7.267.0027.5 10

for lower tier blocks only for lower tier blocks only

0.8 mm thick, angled
2pole IVBWK2,5-K-2 blue Z7.267.0227.6 10
3pole IVBWK25-K-3 blue Z7.267.0327.6 10
4pole IVBWK 25-K-4 blue Z7.267.0427.6 10
5pole IVBWK25K-5 blue Z7.267.0527.6 10
6pole IVBWK2,5-K-6 blue Z7.267.0627.6 10
7pole IVBWK25-K-7 blue Z7.267.0727.6 10
8pole IVBWK2,5-K-8 blue Z7.267.0827.6 10
9pole IVBWK25-K-9 blue Z7.267.0927.6 10
10pole VB WK 2,5K-10 blue Z7.267.1027.6 10
11pole IVBWK 2,5-K-11blue Z7.267.1127.6 10
12pole VB WK 2,5K-12blue Z7.267.1227.6 10
70pole VBWK 25K M-70blue Z7.267.0027.6 10
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Type

WK 4 TKG/U
WK 4 TKM/U
WK 4/U

WK 4 TKS D/U

Part no. Std. pack

WK 4 TKG-TRST/U
0.5 mm thick

2pole IVB0,5 WK 4..-
3pole IVB0,5WK4..-
4pole IVB0,5WK 4. .-
5pole IVB0,5WK 4. -
6pole IVB0,5WK 4. .-
7pole IVB0,5WK4..-
8pole IVB0,5WK4..-
9pole IVB0O,5WK 4. -
10pole IVB 0,5 WK 4..-
11pole IVB 0,5 WK 4..-
12pole IVB 0,5 WK 4..-

77.255.0227.0
77.255.0327.0
77.255.0427.0
77.255.0527.0
77.255.0627.0
77.255.0727.0
77.255.0827.0
9 77.255.0927.0
10 Z7.255.1027.0
11 77.255.1127.0
12 77.255.1227.0

N IR wN

1 mm thick

2pole VB 1WK4..-
3pole VB 1TWK4..-
4pole IVB 1 WK 4..-
5pole IVB1WK4. .-
6pole IVB1WK4..-
7pole VB 1WK4..-
8pole IVB1WK4..-
9pole VB 1WK4. -
10pole IVB 1 WK 4..-
11pole IVB 1 WK 4..-
12pole IVB 1 WK 4..-

77.255.4227.0
77.255.4327.0
77.255.4427.0
77.255.4527.0
77.255.4627.0
77.255.4727.0
77.255.4827.0
9 77.255.4927.0
10 Z7.255.5027.0
11 77.255.5127.0
12 77.255.5227.0

@~ oUW N

10
10
10
10
10
10
10
10
10
10
10

10
10
10
10
10
10
10
10
10
10
10

Switchable connecting link

Type Part no. Std. pack
for terminal block type

WK 2,5/U 77.269.4023.0 50
WK 4/U 77.269.4123.0 50
WK 6/U 77.269.4223.0 50
WK 4E/. 77.269.2923.0 50
WKM 2,5 77.269.3623.0 50
WKM 4 77.269.0623.0 50

Switchable connecting links reduce the
nominal voltage to 380 V!

Link: nickel-plated brass
Bolt: nickel-plated brass
Screw: zinc-plated steel

Type

Part no.

Std. pack
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Accessories
for DIN rail terminal blocks

selos

Cross connectors (jumper bars), insulated

Type Part no. Std. pack Type Part no. Std. pack Type Part no. Std. pack

for terminal blocks type WK 4 TKG/U 6 mm spacing Screw: M 3 WK 4 E/U 6 mm spacing Screw: M 3
WK 4 TKM/U WKM 4

WK 25U 5 mm spacing Screw: M 2.5 WK 4/U 2pole IVBWK 4E/U-2  Z7.271.2227.0 10

WK 2,5-4 KOI/U WK 4 TKS D/U 3pole VBWK 4E/U-3  Z7.271.2327.0 10

77.271.2427.0 10
77.271.2527.0 10

WK 2,5 U/8113 S/H
2pole IVB WK 2,5-2

WK 4 TKG-TRST/U
12pole IVB WKI 4-12

4pole IVB WK 4E/U-4

77.280.2227.0 10 77.271.5227.0 10 5pole IVB WK 4E/U-5

3pole VBWK 2,5-3 77.280.2327.0 10 6pole VB WK 4E/U-6  Z7.271.2627.0 10
4pole VB WK 2,5-4 77.280.2427.0 10 WK 4/U 6 mm spacing Screw: M 3 7pole VBWK 4E/U-7  Z7.271.2727.0 10
5pole IVB WK 2,5-5 77.280.2527.0 10 WK 4 TKS D/U 8pole VB WK 4E/U-8  Z7.271.2827.0 10
6pole IVB WK 2,5-6 77.280.2627.0 10 WK 43S 1K/U 9pole IVBWK 4E/U-9  Z7.271.2927.0 10
7pole IVB WK 2,5-7 77.280.2727.0 10 WK 43-6S1K/U 10pole IVB WK 4E/U-10  Z7.271.3027.0 10
8pole IVB WK 2,5-8 77.280.2827.0 10 WK45S82381K/U 11pole IVB WK 4E/U-11  Z27.271.3127.0 10
9pole IVB WK 2,5-9 77.280.2927.0 10 WK43S1K/W/U 12pole IVB WK 4E/U-12  Z7.271.3227.0 10

10pole IVB WK 2,5-10
11pole IVB WK 2,5-11
12pole IVB WK 2,5-12

77.280.3027.0 10
77.280.3127.0 10
77.280.3227.0 10

WK 4 3-6 S 1K/W/U

WK 4/U F1

WK 4/U F2
2pole IVB WK 4-2
3pole IVB WK 4-3
4pole VB WK 4-4
5pole IVB WK 4-5
6pole IVB WK 4-6
7pole VB WK 4-7
8pole IVB WK 4-8
9pole IVB WK 4-9

10pole IVB WK 4-10

11pole IVB WK 4-11

12pole IVB WK 4-12

WK 4/D 1/2U
WK 4/D 2/2 U
2pole VB WK 4/D..-2
3pole IVBWK 4/D.-3
4pole VB WK 4/D..-4
5pole IVB WK 4/D..-5
6
7
8

6 mm spacing Screw: M 3

77.281.7227.0 10
77.281.7327.0 10
77.281.7427.0 10
77.281.7527.0 10
77.281.7627.0 10
77.281.7727.0 10
8pole IVBWK 4/D.-8  77.281.7827.0 10
9pole IVBWK 4/D.-9  77.281.7927.0 10
10pole IVBWK 4/D.-10 Z7.281.8027.0 10
11pole IVBWK 4/D.-11  Z7.281.8127.0 10
12pole IVBWK 4/D.-12  77.281.8227.0 10

77.281.1227.0 10
77.281.1327.0 10
77.281.1427.0 10
77.281.1527.0 10
77.281.1627.0 10
77.281.1727.0 10
77.281.1827.0 10
77.281.1927.0 10
77.281.2027.0 10
77.281.2127.0 10
77.281.2227.0 10

WK 2,5-3 D/U
WK 2,5-3 D SL
2pole VBWK 25-3D-2 77.270.0227.0 10
3pole VBWK 2,5-3D-3 77.270.0327.0 10
4pole IVBWK 2,5-3 D-4 77.270.0427.0 10
5pole VBWK 2,5-3D-5 77.270.0527.0 10
6pole VBWK25-3D-6 Z7.270.0627.0 10
7pole IVBWK 2,5-3D-7 Z7.270.0727.0 10
8pole IVBWK 2,5-3D-8 Z77.270.0827.0 10
9pole VBWK 2,5-3D-9 Z7.270.0927.0 10
10pole IVBWK 2,5-3 D-10 Z7.270.1027.0 10
11pole IVBWK 2,5-3 D-11 Z7.270.1127.0 10
12pole IVBWK 2,5-3 D-12 77.270.1227.0 10
70pole VBWK25-3DM-70 Z7.270.0027.0 10

6 mm spacing Screw: M 2.5

6pole VB WK 4/D. -
7pole IVBWK 4/D..-

WK 4/DEU 6 mm spacing Screw: M 3
2pole IVBWK 4/DEU-2  Z7.271.0227.0 10
3pole VB WK 4/DEU-3  Z7.271.0327.0 10
4pole IVBWK 4/DEU-4  Z7.271.0427.0 10
5pole IVB WK 4/DEU-5 Z7.271.0527.0 10
6pole IVBWK 4/DEU-6  Z7.271.0627.0 10
7pole VB WK 4/DEU-7 Z7.271.0727.0 10
8pole IVB WK 4/DEU-8  Z7.271.0827.0 10
9pole VB WK 4/DEU-9 Z7.271.0927.0 10

10pole IVB WK 4/DEU-10 27.271.1027.0 10

11pole IVB WK 4/DEU-11 Z7.271.1127.0 10

12pole IVB WK 4/DEU-12 27.271.1227.0 10
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Type Part no. Std. pack Type Part no. Std. pack

WK 6/U 8 mm spacing Screw: M 3 WKN 16/U 12 mm spacing Screw: M 4
2pole IVB WK 6-2 77.282.2227.0 10 2pole VBWKN 16-2  77.284.2227.0 10
3pole VB WK 6-3 77.282.2327.0 10 3pole VBWKN 16-3  Z7.284.2327.0 10
4pole IVB WK 6-4 77.282.2427.0 10 4pole IVBWKN 16-4  77.284.2427.0 10
5pole IVB WK 6-5 77.282.2527.0 10 5pole IVBWKN 16-5  77.284.2527.0 10
6pole IVB WK 6-6 77.282.2627.0 10 6pole VBWKN 16-6  77.284.2627.0 10
7pole IVB WK 6-7 77.282.2727.0 10 7pole IVBWKN 16-7  77.284.2727.0 10
8pole IVB WK 6-8 77.282.2827.0 10 8pole VBWKN 16-8  77.284.2827.0 10
9pole IVB WK 6-9 77.282.2927.0 10 9pole IVBWKN 16-9  77.284.2927.0 10

10pole IVB WK 6-10 77.282.3027.0 10 10pole IVBWKN 16-10  77.284.3027.0 10

11pole IVB WK 6-11 77.282.3127.0 10 11pole IVBWKN 16-11  Z7.284.3127.0 10

12pole IVB WK 6-12 77.282.3227.0 10 12pole IVBWKN 16-12  77.284.3227.0 10

30pole IVB WKN 16 M-3027.284.2027.0 10

WKN 10/U 10 mm spacing Screw: M 3.5
2pole IVBWKN 10-2  77.283.2227.0 10 WKN 35/U 16 mm spacing Screw: M 5
3pole IVBWKN 10-3  77.283.2327.0 10 2pole IVBWKN 35-2  77.285.2227.0 5
4pole VBWKN 10-4  Z7.283.2427.0 10 3pole IVBWKN 35-3  Z7.285.2327.0 5
5pole VBWKN 10-6  Z7.283.2527.0 10 4pole IVBWKN 35-4  77.285.2427.0 5
6pole VBWKN 10-6  Z7.283.2627.0 10 5pole VBWKN 35-56  Z7.285.2527.0 5
7pole VBWKN 10-7  Z7.283.2727.0 10 6pole IVBWKN 35-6  Z7.285.2627.0 5
8pole VBWKN 10-8  Z7.283.2827.0 10 7pole IVBWKN 35-7  77.285.2727.0 5
9pole IVBWKN 10-9  77.283.2927.0 10 8pole VB WKN 35-8  77.285.2827.0 5

10pole IVBWKN 10-10  Z7.283.3027.0 10 9pole VBWKN 35-9  Z7.285.2927.0 5

11pole IVBWKN 10-11  Z7.283.3127.0 10 10pole IVB WKN 35-10  Z7.285.3027.0 5

12pole IVBWKN 1012 Z7.283.3227.0 10 11pole IVB WKN 35-11  Z7.285.3127.0 5

12pole IVBWKN 35-12  77.285.3227.0 5
20pole IVBWKN 35 M-2027.285.2027.0 10
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Accessories for DIN rail terminal blocks

selos

Cross connectors, (jumper bars)
uninsulated

Type Part no.
for terminal blocks type
WK 2,5/U

WK 2,5 - 4 KOI/U
WK 2,5 U/8113 S/H
WKN 2,5 E/U

Std. pack

5 mm spacing Screw: M 2.5

2pole  VBWK25-2 77.280.0227.0 10
3pole VBWK2,5-3 77.280.0327.0 10
4pole  VBWK 2,54 77.280.0427.0 10
Bpole VBWK25-5 77.280.0527.0 10
6pole VBWK25-6 77.280.0627.0 10
80pole VBWK25M-80 77.280.0027.0 10

WKM 2,5/15
WKM 2,5 F1/15
WKM 2,5 F2/15
WKM 2,5/2 S 2,8 1K/15
WKM 2,5 TP1 0/15
WKM 2,5 TP2 0/15

5 mm spacing Screw: M 2.5

2pole VBWKM 2,5/15-2 77.215.4227.0 50
3pole VBWKM 2,5/15-3 77.215.4327.0 50
4pole VBWKM 2,5/15-4 77.215.4427.0 50
5pole VBWKM 2,5/15-5 77.215.4527.0 50
6pole VBWKM 2,5/15-6 77.215.4627.0 50
60pole VB WKM 25/15M-60 77.215.4027.0 10

WK/3 S/IW/U 6 mm spacing Screw: M 3

WK/3 - 6 S/IW/U

WK/4 S/IW/U

WK/4-8 S/IW/U
2pole VB WK/...S/IW/U-277.281.3227.0 10
3pole VB WK/...S/IW/U-377.281.3327.0 10
4pole VB WK/...S/IW/U-477.281.3427.0 10
5pole VB WK/...S/IW/U-577.281.3527.0 10
6pole VB WK/...S/IW/U-677.281.3627.0 10

20pole VB WK/...5/IW/U-20 77.281.3027.0 10
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Type Part no. Std. pack

WK 4/U 6 mm spacing Screw: M 3
WK 4TKS D/U

WK 43S 1K/U

WK 43-6 S 1K/U
WK45S82381K/U
WK 43S 1K/IW/U
WK 4 3-6 S 1 K/IW/U

WK 4/U F1
WK 4/U F2
2pole VB WK 4-2 77.281.0227.0 10
3pole VB WK 4-3 77.281.0327.0 10
4pole VB WK 4-4 77.281.0427.0 10
5pole VB WK 4-5 77.281.0527.0 10
6pole VB WK 4-6 77.281.0627.0 10
70pole VBWK 4 M-70  77.281.0027.0 10
WK 4/D 1/2U 6 mm spacing Screw: M 3
WK 4/D 2/2 U
2pole VBWK 4 D..-2 77.281.6227.0 10
3pole VBWK4D.-3  77.281.6327.0 10
4pole VBWK 4D..-4  77.281.6427.0 10
5pole VBWK4 D..-5  77.281.6527.0 10
6pole VBWK 4D.-6  77.281.6627.0 10
70pole VB WK 4 D.. M-70 77.281.6027.0 10
WKM 4/15 6 mm spacing Screw: M 3
WK 4/D EU

WK 4 E/U for upper tier block
WK 4 E/U GU ORANGE

WK 4 E/U GO

WK 4 E/U G2

WK 4 E/U G1 ORANGE

WK 4 E/U G-URL

WK 4 E/U G-ULR

WK 4 E/U VB SCHWARZ

2pole 9215 -2 77.210.3227.0 50
3pole 9215 -3 77.210.3327.0 50
4pole 9215 - 4 77.210.3427.0 50
5pole 9215 -5 77.210.3527.0 50
6pole 9215 - 6 77.210.3627.0 50
70pole 9215 M-70 77.210.3027.0 10

Type

WK 4/3-6 SKO
2pole  2072/2
3pole 2072/3
4pole  2072/4
5pole 2072/5
6pole 2072/6

70pole 2072/M

WK/5 S/U
WK/5-10 S/U
WK/3-6 S/U
WK/4 S/U
WK/4-8 S/U
2pole 9703/6-2
3pole 9703/6-3
4pole 9703/6-4
5pole 9703/6-5
6pole 9703/6-6
70pole  9703/6 M-70

Part no. Std. pack

6 mm spacing Screw: M 3
77.220.0227.0 50

77.220.0327.0 50
77.220.0427.0 50
77.220.0527.0 50
77.220.0627.0 50
77.210.1027.0 10

6 mm spacing Screw: M 3

77.211.0227.0 50

77.211.0327.0 50
77.211.0427.0 50
77.211.0527.0 50
77.211.0627.0 50
77.211.0027.0 10




Type Part no. Std. pack

WK 6/U 8 mm spacing Screw: M 3.5
2pole VB WK 6-2 77.282.0227.0 10
3pole VB WK 6-3 77.282.0327.0 10
4pole VB WK 6-4 77.282.0427.0 10
5pole VB WK 6-5 77.282.0527.0 10
Bpole VB WK 6-6 77.282.0627.0 10
40pole VB WK 6 M-40 77.282.0027.0 10

WK 10/Si U5 x 20 Spacing: 8 mm Screw: M 3
WK 10/Si U 5 x 25
WK 10/Si U 5 x 30
WK 10/Si U 6,3 x 32
WK 10/Si UD
2pole VB WK 10/Si-2 77.287.0227.0 10
3pole VB WK 10/Si-3 77.287.0327.0 10
4pole VB WK 10/Si-4 77.287.0427.0 10

5pole VB WK 10/Si-5 77.287.0527.0 10
6pole VB WK 10/Si-6 77.287.0627.0 10
30pole VB WK 10/SiM-30  77.287.0027.0 10
WKN 10/U 10 mm spacing Screw: M 3.5
2pole VB WKN 10-2 77.283.6227.0 10
3pole VB WKN 10-3 77.283.6327.0 10
4pole VB WKN 10-4 77.283.6427.0 10
5pole VB WKN 10-5 77.283.6527.0 10
6pole VB WKN 10-6 77.283.6627.0 10
40pole VB WKN 10 M-40  77.283.6027.0 10
WKN 70/U Spacing: 24 mm Screw: M 6
2pole VB WKN 70-2 77.286.3227.0 5
3pole VB WKN 70-3 77.286.3327.0 5
4pole VB WKN 70-4 77.286.3427.0 5
5pole VB WKN 70-5 77.286.3527.0 5
Bpole VB WKN 70-6 77.286.3627.0 5
WKN 150/U 28 mm spacing Screw: M 8
2pole VB WKN 150-2 77.287.1221.0 5
3pole VB WKN 150-3 77.281.1327.0 5
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for DIN rail terminal blocks

selos

fiog

Single cover
for cross connector (jumper bar)

Type Part no.
for terminal block type

WK 2,5/U
WK 2,5-4 KOI/U
WK 2,5 E/U

AD VB 2,5 GELB 04.326.2053.8

WKM 2,5 F..
WKM 2,5/15

AD VB 2,5/15 GELB 04.326.3053.8

WK/3 S/..
WK 4/U

WK 4/U F..
WK 4 SL/35
WK 4 ETK/U
WK 4/D..
WK 4 TKS D/U
WK/4 S/..
WK 4 3..
WK 45..
WK 5..

AD VB 4 GELB 04.326.2153.8
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Std. pack

10

10

10

Type

WK 4 E/U
WKM 4/15
AD VB 4/15 GELB

WK6/U
WK 6 ETK/U
AD VB 6 GELB

WKN 10/U
WKN 10 ETK/35
AD VB 10 GELB

Part no. Std. pack

04.326.2953.8

04.326.2253.8

04.326.2353.8

WK 10/Si U without marking facilities

WKN 35/U
AD VB 35 GELB

WKN 70/U
AD VB 70 GELB

04.312.2056.10

04.326.2553.8

04.326.2653.8

10

10




Partition plate
with marking facilities
Type Part no. Std. pack
for terminal block type
WK 2,5/U
TS 2,5 GELB 07.311.2053.8 10

WK/3...
WK 4/U
WK 4/...
WK43..
WK45S
WK 5
TS 4 GELB 07.311.2163.8 10

WK 6/U
TS 6 GELB 07.311.2263.8 10

WKM 25F...
TSM 2,5/15 07.311.28563.8 10

WKM 4/15
TS 4/15 GELB 07.311.2953.8 10

Partition plate with cover
WKN 16/U
TSN AD 16 GELB 07.311.8653.8 10

Partition

with marking facilities

Type Part no. Std. pack
for TS 32+ 35 Z77.311.1753.0

for TS 15 Z77.311.2753.0 10
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Jumper combs, uninsulated
(for rated voltages of up to 50 V)

Type Part no.
for terminal block type

Std. pack

9785 U/10Q bis 50 kQ

9785 U/10Q-SPT bis 50 kQ-SPT

9786 U/12

9786 U/12D

9786 U/12 D-G1

9786 U/12 G 2-4 K

9786 U/12 G 2-3 K

1 mm thick

2pole VB 9786-2
3pole VB 9786-3
4pole VB 9786-4

07.2563.0227.0 50
07.253.0327.0 50
07.2563.0427.0 50
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Type
WK 4 E/U
1 mm thick

2pole VBWK 4 E-2
3pole VBWK 4 E-3
4pole VBWK 4 E-4
5pole VB WK 4 E-5
Bpole VBWK 4 E-6
Tpole VBWK 4 E-7
8pole VBWK 4 E-8
9pole VBWK 4 E-9

10pole VB WK 4 E-10

11pole  VBWK 4 E-11

12pole VB WK 4 E-12

Part no. Std. pack

07.255.2227.0
07.255.2327.0
07.255.2427.0
07.255.2527.0
07.255.2627.0
07.255.2727.0
07.255.2827.0
07.255.2927.0
07.255.3027.0
07.255.3127.0
07.255.3227.0

70pole VBWK 4 EM-70 07.255.2027.0

1 'mm thick, angled

2pole VBS WK 4 E-2
3pole VBS WK 4 E-3
4pole VBS WK 4 E-4
5pole VVBS WK 4 E-5
6pole VBS WK 4 E-6
Tpole VBS WK 4 E-7
8pole VBS WK 4 E-8
9pole VBS WK 4 E-9
10pole  VBS WK 4 E-10
11pole VBS WK 4 E-11
12pole  VBS WK 4 E-12

07.256.4227.0
07.256.4327.0
07.256.4427.0
07.256.4527.0
07.256.4627.0
07.256.4727.0
07.256.4827.0
07.256.4927.0
07.256.5027.0
07.256.5127.0
07.256.5227.0

10
10
10
10
10
10
10
10
10
10
10
10

10
10
10
10
10
10
10
10
10
10
10

Type

WK 4 TKM/U

WK 4/U

WK 4 TKS D/U

WK 4 TKG-TRST/U

0.5 mm thick

2pole VB 0,5 WK 4..-
3pole VB 0,5 WK 4. .-
4pole VB 0,5 WK 4..-
5pole VB 0,5 WK 4..-
Bpole VB 0,5 WK 4.
7pole VBO0,5WK 4. .-
8pole VB 0,5 WK 4. .-
9pole VB0,5WK4.-9

10pole VB 0,5 WK 4..-10

11pole VB 0,5 WK 4.-11

12pole VB 0,5 WK 4..-12

N o O W N

Part no. Std. pack

07.255.0227.0
07.255.0327.0
07.255.0427.0
07.255.0527.0
07.255.0627.0
07.255.0727.0
07.255.0827.0
07.255.0927.0
07.255.1027.0
07.255.1127.0
07.255.1227.0

70pole VB 0,5WK4..M-70 07.255.0027.0

1 mm thick
2pole VB 1WK4.-2
3pole VB 1WK4.-3
4pole VB 1WK4.-4
Spole VB 1WK4.-5
Bpole VB 1WK4.-6
Tpole VB 1WK4.-7
8pole VB 1WK4.-8

9pole VB 1WK4.-9
10pole VB 1 WK 4.-10
11pole VB 1WK4.-11
12pole VB 1 WK 4.-12

07.255.4227.0
07.255.4327.0
07.255.4427.0
07.255.4527.0
07.255.4627.0
07.255.4727.0
07.255.4827.0
07.255.4927.0
07.255.5027.0
07.255.56127.0
07.255.5227.0

70pole VB 1 WK 4.. M-70 07.255.4027.0

50
50
50
10
10
50
10
50
50
50
10
10

10
10
10
10
10
10
10
10
10
10
10
10




50

58 _25

Angled support bracket

Type Part no. Std. pack Type Part no. Std. pack Type Part no. Std. pack

9018 D 75.516.2511.0 50 9018 H 75.516.2711.0 50 9018 N 75.516.2811.0 50

Included with these angled support brackets are
oval head screws for panel mounting

AM 5 x 8 DIN 85, nuts BM 5 DIN 439 and
screws 5.3 DIN 433 for DIN rail mounting.

Material:

Brackets: flat steel, galvanically zinc-plated
Screws, nuts and washers

Steel, galvanically zinc-plated and dichromated
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O I
P o
- R 3 - o
- 25 _ .
‘ D
\ i - 7
Mounting rail 35 x 7.5 Mounting rail 35 x 15
accord. to DIN EN 60715 accord. to DIN EN 60715
Type Part no. Std. pack Type Part no. Std. pack
Mounting rail
1. Steel, galv. zinc-plated and dichromated,unslottedL = 2 m| 35x27 x 7,5 EN 60715 98.300.0000.0 1 35x27 x 15 EN 60715 98.370.0000.0 1
Steel, galv. zinc-plated and dichromated,slotted L =2 m | 35x27x7,5EN 60715 slotted 98.300.1000.0 1 35x 27 x 15 EN 60715 98.370.1000.0 1
Steel,galv. zinc-plated and dichromated, slotted  L=1m | 35x27 x7.5EN 60715 slotted 98.300.1000.0M 35x 27 x 15 EN 60715 98.375.1000.0 1
Steel,galv. zinc-plated and dichromated, slotted L =2m | 35x27 x 7.5 EN 60715 slotted 98.300.1000.0L
2. Steel, unplated unslotted L =2m | 35x27x7,5EN 60715 unplated 98.300.0010.0
Steel, unplated slotted L=2m
3. Steel, hot-galvanized unslotted L =2m
Steel, hot-galvanized slotted L=2m
4. E copper unslotted L =2m
E copper slotted L=2m
5. Aluminum unslotted L =2m | 35x27x7.5EN60715 98.750.0000.0
Aluminum slottted L =1m| 35x27x75EN60715 98.800.1000.0
6. Stainless Steel unslotted L =2 m | 35x27x7.5EN60715 98.330.0000.0 35x27 x 15 EN 60715 98.370.1001.0 1
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Mounting rail 35 x 15
accord. to DIN EN 60715

Type Part no. Std. pack

35x27x15EN 60715 98.360.0000.0 1

35x 24 x 15 EN 60715 ZN  98.360.0004.0 1

35x 24 x 15EN 60715 CU 98.380.0000.0 10

Mounting rail 15 x 5.5
accord. to DIN EN 60715

Type Part no. Std. pack

9021/15x 5,5 EN 60715 98.090.0000.0 1
9021/15x 5,5 EN 60715  98.090.0016.0 10

Mounting rail TS 32
accord. to DIN EN 60715

Type Part no. Std. pack

98.190.0000.0
98.190.1000.0

9006 EN 60715 G-32
9006 EN 60715 G-32

9006 E-CU 98.220.0000.0

9006 AL 98.210.0000.0

1
1

10

1
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End clamp
1. End clamp TS 35, with screw
2. End clamp TS 35, with screw
with marking facilities
for block assemblies

3. End clamp for TS 35, screwless

4. End clamp for TS 35, screwless

o1

. End clamp TS 35

6. End clamp with U-foot

172

8 mm wide

8/17.5 mm wide

8 mm wide

8/17.5 mm wide

with marking facilities for terminal block assemblies

7.5 mm wide

10 mm wide

End clamp for TS 35
fixation with screws

Type Part no. Std. pack

9708/2 S 35 75.5622.8553.0 100

9708/2 BS/35 69.920.0553.0 100

End clamp for TS 35
fixation without screws

Type Part no. Std. pack

WEF 1/35 75.5623.9353.0 100

WEF 1 BS/35 69.920.1053.0 100




Polyamide 66/6
Clamping spring
zinc-plated steel

Polyamide 66/6

- - Clamping spring
B zinc-plated steel
- W
% '\\_
\\\-’--*-.5,
End clamp for TS 35 End clamp with U-foot End clamp for TS 15
Type Part no. Std. pack Type Part no. Std. pack Type Part no. Std. pack
9708/3 S 35 75.523.5153.0 100
9208/S15 75.522.7553.0 100
WE 2/U 75.523.5653.0 100
WE 1/U 75.523.5753.0 100
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Accessories
for DIN rail terminal blocks

selos

Cover over 10 blocks Cover strip with warning symbol
Cover over 10 blocks ,
Hole for test pin over 4 blocks
Type Part no. Std. pack Type Part no. Std. pack
WK 2,5/U WK 2,5/U WK 2,5/U 04.343.4756.8 10
WK 2,5-4 KOI/U... WK 2,5-4 KO 1/4
AD VB 5/10 E GELB 04.342.0556.8 10 AD VB 5/10 P GELB 04.342.3556.8 10
WK 4/U 04.343.4856.8 10
WK 4/U WK 4
AD VB 6/10 04.342.0656.8 10 AD VB 6/10 P GELB 04.342.3656.8 10 WK 6/U 04.343.4956.8 10
WK 10/U WK 4 E/U WKN 10/U 04.343.5056.8 10
AD VB 10/10 GELB 04.342.1056.8 10 AD VB 6/10 EP GELB 04.342.5656.8 10
WKN 16/U 04.343.5156.8 10
WK 4 E/U WK 6/U
AD VB 6/10 E GELB 04.342.2656.8 10 AD VB 8/10 P GELB 04.342.3856.8 10
WKN 35/U 04.343.5256.8 10
WK 10/U
AD VB 10/10 P GELB 04.342.4056.8 10 WKN 70/U 04.343.5356.8 10
WK 5... S/U WKN 150/U 04.343.5456.8 10
WK/3 S/..
WK/4 S/..
WK 4 3..
AD VB 6/10 P GELB 04.342.3656.8 10
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Cover
for terminals from 95 - 240 mm?

Type Part no. Std. pack
for terminal block type

RFK 1/185 77.409.5853.0 10
RFK 1/240 77.409.5853.0 10

Rapid mounting tool
for terminals up to 6 mm?

Type Part no. Std. pack
for terminal block type

WK 2,5 05.5694.5853.0 10
WK 4 05.594.5953.0 10
WK 6 05.594.6053.0 10
WK 4 E/U 05.5682.8163.0 10

Tool picks up and mounts 10 terminals at a time.

Mount 100 terminals in 90 seconds.

Insulating housing for push-on connector
6.3 x 0.8 mm

Type Part no. Std. pack
Insulating housing for push-on connectors, color: yellow

with marking field

for 1.5 mm? 05.5692.7553.0 2000
for 2.6 mm? 05.592.7653.0 2000

Insulating housing for push-on connectors, color: yellow
for 2.6 mm? (can be inserted on the plug side)

unmarked 05.582.8653.0 1
marked 05.582.8753.0

(please indicate the marking)
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Test plug stud bolt

Test socket

WK 2,5

WKN 2,5 E/U

WK 2,5-3 D/U

WK 4 TKMP 3/U

WK 4 TKG-TRST P3/U

WK 4 TKS D/U

WK 2,5 U/8113 S/H

WK 4/U F1

WK 4/U F2

WK 4

WK 4/D1/2 U

WK 4/D2/2 U

WK 4/DEU

WK4E.../U

9290... ST 2/2,3 75.553.2921.0
WK6 ST 2/4 75.553.3021.0

Test socket
WK 2,5

WKN 2,5 E/U
WK 2,5-3 D/U
WK 2,5-3D SL
WK 2,5 U/8113 S/H 05.509.6021.0
WK 4

WK 4 TKS D/U
WK 4/U F1
WK 4/U F2
WK 4/D1/2 U
WK 4/D2/2 U
WK 4/DEU
WK4E.../U

05.508.8921.0

05.508.8821.0
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Shorting plug

Type Part no. Std. pack
Shorting plug

WK 4 TKG-TRST P3/U

WK 4/TKM.../U

WK 4 TKS D/U

WK 4/U F1

WK 4/U F2

9290... 75.5653.9400.0 100

Test plug (tests off the current bar)

Type Part no. Std. pack

snap-on with
locking lever
for terminal block type

WK 4 71.299.6153.0

WK 4 E/U 71.299.9053.0
Test plug without locking lever
snap-on

71.299.8153.0

For marking systems see pages 178-179 and 200-202




Test plug (test off the screw)
for WK 4 terminal blocks

with locking device and strain relief |

I =10mA

|, =35A

U =10V

U_ =250V ~ 300 Ve

Type Part no. Std. pack
Tpole

without contact pin ~ Z1.299.9253.0 10

Tpole
without contact pin
snap-on 71.299.9453.0 10

10pole without contact pins
with locking device and strain relief

marked 1-10
PST 10 WK 4 71.299.9553.0 10
Contact pin 05.549.1200.0 1

For marking systems see pages 178-179 and 200-202

Test plug with spring clamp
connection
for WKF/WKC terminal blocks
PSWKC/F

v A
80lid- 1,5 mm’  Qrdstiahdwen” 400 V 2,5

Type Part no. Std. pack
1pole

5mm pitch

PSWKC/F 71.299.9753.0

Blank for staggering terminals
blocks 01.299.9753.0

End plate and
partition for 6 mm pitch
ZP/AP PS 07.312.6053.0 10

One end plate per module is required for 6 mm pitch

jumpered with

at RM5 77.280.6227.0
to
77.280.7027.0

at RM6 77.261.1227.0
to
77.261.2027.0

Screwdriver,
uninsulated 06.502.4000.0
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Marking accessories for
DIN rail terminal blocks

selos
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wiemarc
Type Part no. Std. pack
wiemarc CD 95.502.0501.0

Discription

wiemarc is a Windows® based plotter software
(Windows 95/98/ME/NT/XP) that is able to drive the
following plotter systems:

- wieplot MUT (Mutoh system)
— Roland system
for custom printing on standard Wieland marking tags.

wiemarc makes preparing data for custom printing
easier and faster than ever.

Intuitive handling allows printing of marking tag cards in
single, multipole and series marking jobs.

Import of marking data from Excel files, text files and
CAD/CAE programs is possible.

wiemarc data file management is user-friendly as
printing data can be stored and found very easily in the
file library.

wiemarc knows several special characters for
electrical marking.

wiemarc is able to mark tags with upward or
downward series, series steps can be chosen as well
as leading or following characters. Multipole line
printing is possible depending on tag size, number of
digits and type size. Automatic adaptation of type size
according to tag size and number of digits.

Requirements:

Pentium Il PC or compatible, min. 200 MHz or higher,
64 MByte RAM, CD-ROM Drive, VGA Grafic Adaptor
and Monitor

wiemare supports Windows 95, Windows 98%,
Windows 2000®, Windows NT®, Windows ME® and
Windows XP® Professional.
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wieplot MuT

Description

wieplot MUT is a plotter system that uses wiemarc
to interface with a PC, allowing custom printing on
standard Wieland marking tags. These standard
marking tags provide circuit identification for Wieland
DIN rail mount terminal blocks, rectangular multipole
connectors and WEB/WEG electronic housings.

Resolution: 0.025 mm

Accuracy: +/- 0.1 mm

Power supply: 50/60 Hz, 180 — 264V,
90- 132V

Automatic switch over from
110V to 230V

Power rating: About 0.3 A for 220 V

Approvals: UL-UL478 (REV .4)

CSA-22.2 No. 220 and

VDE EN 60 950
Interference: FCC Class B

FCC Part 15 and VDE Class B
Dimensions: 620 mm x 425 mm x 106.5 mm
Weight: 6.4 kg
Interfaces: RS-232 C and parallel

(Centronics)

Part no. Std. pack
95.502.0601.0

Type
wieplot MUT

Standard template 95.502.0621.0

for all Wieland tags




Accessories

Accessory kit consists of plotter pen 0.25 mm,
Ink-cartridge, permanent plotter pen 0.3 mm and
cleaning set.

Accessory kit (pen basic equipment)

Plotter pens for ROLAND and wieplot MuT
systems:

Plotter pen 0.18 mm

Plotter pen 0.25 mm

Plotter pen 0.35 mm

Plotter pen 0.50 mm

Plotter pen 0.70 mm

Plotter pen 1.00 mm

Permanent Plotter pen
0.30 mm black
0.70 mm black

Permanent Plotter pen set

consisting of black, red, blue, green pen.
set 0.30 mm

set 0.70 mm

Hand pens

Hand pen 0.25 mm

Hand pen 0.35 mm

Hand pen 0.50 mm

Hand pen 0.70 mm

Ink cartridge P1.0 5 x 1 ml
Cleaning set

Pen cleaner

wiemarc-Templates for Wieland cards:

for updating existing plotter systems to wiemarc
for marcom 2000 and Phoenix CMS-System

for Weidmueller M-Print (Mutoh IP 220)

for murrplastic ACS (Roland DXY1150A) set high
for Wago System and murrplastic ACS set low

Type

Part no. Std. pack

96.5602.0602.0

96.5602.0118.0
95.5602.0125.0
95.502.0135.0
95.502.0150.0
96.5602.0170.0
95.5602.0100.0

95.502.0230.0
95.5602.0270.0

95.5602.0234.0
95.5602.0274.0

95.5602.0425.0
95.502.0435.0
95.502.0450.0
96.502.0470.0
96.5602.0199.0
95.5602.0198.0
95.502.0197.0

95.502.0621.0
96.502.0622.0
95.5602.0623.0
95.502.0624.0

4561436, [R1] 4+ 7wwaial k3543 s
643867 502 L wwals x4867 4876
987543 L + WTAIG %5342 7745
{ 4 7mBas x6758 aw23
1 uMsBeE x7098 7 HZ4
+ mspe7 xal£3e 10 H2s

dassgupsnegen
|2 a3 3a 33y

Type Part no. Std. pack
Marker Cards:

110 tags per card

9075 A/5/10/11 74.242.5053.0
60 tags per card

9705 AL/5/10/6 74.242.5153.0
110 tags per card

9705 A/6/10/11 74.242.6053.0
60 tags per card

9705 AL/6/10/6 74.242.6153.0
84 tags per card

9705 A/6.7/12/1 74.242.6753.0%
36 tags per card

9705 AL/6.7/12/7 74.242.6853.0%
*must use multi-card template

9705 A/8/10/7 74.242.8053.0%

9075A/ |9075AL/| 9075A/ | 9075AL/| 9075A/ | 9075AL/, 9075A/
5/10/11| 5/10/6 | 6/10/11 6/10/6 6.7/12/7 6.7/12/7| 8/10/7
fasis
WKF 2.5 ... X X
WKF 4 .. X X
WKF 6 .. X X* X
WKF 10 ... X* X*
WKF 16 ... X* X*
WKMF 2.5 ... X X
taris
WKC 1 ... X X
WKC 2.5 ... X X
selos
WK 25 .. X X
WK 4 ... X X
WK 6 ... X* X+ X
WKN 10 ... X* X*
WKN 16 .. X* X*
WKN 35 X* X* X*
WKN 70 .. X+ X+
WKM 2.5 ... X X
WKM 4 .. X X
9220 A/6 X X
9700 A/5 X X
9700 A/6 X X
9700 A/8 X X+ X
9700 A/10 X* X*
9700 A/12 X* X*
9700 A/16 X* X*
* 2 strips needed for 10 terminals
+ markers must be mounted individually
Note: the AL-markers are 69% longer that the A-markers
AL/B.7 is twice as long to allow more printing area
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selos

2.5 mm?/5 mm Width

Type Part no. Std. pack
Marking strips, unmarked
9705 A/5/10 04.242.5053.0 25

Marking strips, marked

9705A/5/9B  1-9 04.842.4953.0 25

9705 A/5/10 B* 04.842.5053.0 25

9705A/5/10B 1 -10 04.845.0153.0 25
11-20 04.845.0253.0 25
21-30 04.845.0353.0 25
31-40 04.845.0453.0 25
41 -50 04.845.0553.0 25
51-60 04.845.0653.0 25
61-70 04.845.0753.0 25
71-80 04.845.0853.0 25
81-90 04.845.0953.0 25
91-100 04.845.1053.0 25

10 x) 04.855.0053.0 25
10 x) 04.855.0153.0 25
10 x) 04.855.0253.0 25
10 x) 04.855.0353.0 25

(

(

(

(
LT (10 x) 04.855.0453.0 25
L2 (10 x) 04.855.0653.0 25
L3 (10 x) 04.855.0653.0 25
PE (10 x) 04.855.07563.0 25
SL (10 x) 04.855.31563.0 25
N (10 x) 04.855.32563.0 25
F1 (10 x) 04.855.0953.0 25
F2 (10 x) 04.855.1063.0 25

L1,12,L3,N,PE (2 x) 04.855.0853.0 25

with enlarged marking area
9705 AL/5/10 04.242.5153.0 25
*Custom marking upon request
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4 mm?/6 mm Width
Type Part no. Std. pack
Marking strips, unmarked
9705 A/6/10 04.242.6053.0 25
Marking strips, marked
9705A/6/9B 1 -9 04.842.5953.0 25
9705 A/6/10 B* 04.842.6053.0 25

9705A/6/108 1-10 04.846.0163.0 25
11-20 04.846.0263.0 25
21-30 04.846.03563.0 25
31-40 04.846.0453.0 25
41-50 04.846.0553.0 25
51 -60 04.846.0653.0 25
61-70 04.846.07563.0 25
71-80 04.846.0853.0 25
81-90 04.846.0953.0 25
91-100  04.846.1063.0 25

@ (10 x) 04.856.0063.0 25
=+ (10 x) 04.856.0163.0 25
+ (10 x) 04.856.0263.0 25
- (10 x) 04.856.0353.0 25
L1 (10 x) 04.856.0453.0 25
L2 (10 x) 04.856.0653.0 25
L3 (10 x) 04.856.0653.0 25
PE (10 x) 04.856.0753.0 25
SL (10 x) 04.856.3153.0 25
N (10 x) 04.856.3253.0 25
F1 (10 x) 04.856.0953.0 25
F2 (10 x) 04.856.10563.0 25
L1,12,13,N,PE (2 x) 04.866.08563.0 25

with enlarged marking area
9705 AL/6/10 04.242.6353.0 25

*Custom marking upon request

<8 (AL T2
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10 mm?/10 mm Width
16 mm?/12 mm Width

35 mm?/16 mm Width

Type Part no. Std. pack
10 mm?/10 mm Width

marked for 5 blocks (every 2nd tag) *
9705 A/5/10/5 B 04.842.5553.0 25

16 mm?/12 mm Width

marked for 5 blocks (every 2nd tag) *
9705 A/6/10/5 B 04.842.6553.0 25

35 mm?/16 mm Width

marked for 5 blocks (every 2nd tag) *
9705 A/8/10/5 B 04.842.8553.0 25

* indicate required marking with part no.




Marking accessories for DIN rail terminal blocks

Tear-off marking strip with 10 marking tags

Material: Polyamide 66/6 white, marking in black Marking per strip Type Part no. Stand. pack
unmarked 9704 A 04.241.1150.0 25
& __/,,J
marked with the same number 1 1 1 1 1 1 1 1 1 1 9704 A/1 B 04.841.11560.0 25
& 2 2 2 2 2 2 2 2 2?2 2 9704 A/2 B 04.841.12560.0 25
48 W K ‘:/,J 33 3 3 3 3 3 3 3 3 9704 A/3B 04.841.1350.0 25
QRS '-\:/,-—--f } 4 4 4 4 4 4 4 4 4 4 9704 A/4 B 04.841.1450.0 25
: — 5 5 5 5 5 5 5 5 5 b 9704 A/5B 04.841.15560.0 25
i 6 6 6 6 6 6 6 6 6 6 9704 A/6 B 04.841.1650.0 25
7 7 7 7 7 7 7 7 7 7 9704 A/7B 04.841.1750.0 25
g 8 8 8 8 8 8 8 8 8 9704 A/8 B 04.841.1850.0 25
g 9 9 9 9 9 9 9 9 9 9704 A/9B 04.841.1950.0 25
o 0o 0 0 0 0 0 0 0 O 9704 A/0 B 04.841.2050.0 25
marked with consecutive numbers 1 2 3 4 5 6 7 8 9 0 9704 A/1-0B 04.841.2150.0 25
i B
anstos
—
marked with the same symbols + O+ + 0+ o+ o+ 4+ o+ o+ o+ 9704 A/+B 04.841.7450.0 25
- - - - - - - - - = 9704 A/-B 04.841.7550.0 25
/! A Y A 9704 A// B 04.841.7650.0 25
9704 A/. B 04.841.7750.0 25
1 set of the same numbers
=10 x 25 strips = 2500 numbers 1 1 1 . 0 0 0 Ato Z (capital letters) 04.841.9050.0 1
1 set of capital letters
= 26 x 25 strips = 6500 letters A A A 7 7 7 ato z (small letters) 04.841.9150.0 1
1 set of small letters
= 26 x 25 strips = 6500 letters a a a .. 7 1 1 04.841.9250.0 1
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Marking Accessories

for DIN rail terminal blocks

selos

Marking tags

The marking tags are delivered unassembled!

Type Part no. Std. pack
Version N:

Material:

special photostable plastic,

transparent, marking card in white

300B 90.100.1154.0 100
300 90.100.0554.0 100
301 90.100.0754.0 100
303 90.100.0854.0 100
305 90.100.1054.0 100

Version K:
Marking cards in perforated
sheets for marking on the

182

type writer

300 BK 90.100.1354.0 100

300K 90.100.1254.0 100

301 K 90.100.1454.0 100

303K 90.100.1554.0 100

305K 90.100.1654.0 100

L B h a e d d, I
30 175 4 1 36 4,6 27 14,5
45 175 4 26 36 4,6 42 14,5
60 30 7 365 36 46 545 245
90 40 8 55 36 4,6 84 34
140 55 8 100 36 4,6 134 49

B

e

=] :]

Marking strip

Type Part no. Std. pack
Available in Polyvinylchlorid (PVC) black and ivory,
1 m long

with marking card (white) and plastic foil cover

or with plastic foil, one side roughened, white opaque

319/13,5Kelf. 90.800.1055.8 10
319/17 5K elf. 90.800.2055.8 10
319/13,5 K schwarz 90.800.1055.1 10
319/17,5 K schwarz 90.800.2055.1 10
L B h a © d d I
1000 20 4 13,5

1000 24 4 17,5

1000 305 4 235

1000 20 4 135

1000 24 4 17,5

1000 305 4 235

Marking strip

Type Part no.
Available in Polyvinylchloride,

1 m long

with marking card and plastic foil cover

315 GK 90.810.3055.0
315GC 90.811.3055.0
End piece

315E 05.590.0052.0
L B h a © d

1000 16 4 9
1000 16 4 9

Std. pack

10
10

100
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Marking tag
Design Part no. Std. pack

Marking tag 74.210.0652.0 100

with adhesive tape

Marking tag 04.210.0652.0 100

without adhesive tape

Marking card
white for marking tags
(1 sheet = 30 single tags)
04.019.0889.0 1

Aluminum

tag, self-adhesive 05.584.9489.0 1

Marking tag

Type Part no. Std. pack
Push button tag 04.210.0752.0 100

Marking card
white for marking tags
(1 sheet = 30 single tags)
04.019.0889.0 1

Aluminum

tag, self-adhesive 05.584.9489.0 1

30

Marking tag

Type Part no. Std. pack

Marking tag 74.210.1652.0

with carrier

Marking card

white for marking tags

(1 sheet = 30 single tags)
04.019.0889.0

Aluminum

tag, self-adhesive 05.584.9489.0

100

1

1
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DIN rail terminal blocks
with screw clamp technology, type 9700 A.. S35

selos CLASSIC LINE

Standard terminal blocks

2.5 mm?2 4 mm?
(12 AWG) (10 AWG)

Feed-through blocks

A TR
&é m )

blocks

Ground blocks

Neutral disconnect : i :

184



10 mm?2 16 mm?2 25 mm? 35 mm?

PEN assembly block

35 mm?
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DIN rail terminal blocks
with screw clamp connection, type 9700 A.. S35

selos CLASSIC LINE

9700 A S35 offers... Application advantages
0 Screw clamp technology - Low contact resistance
made from nickel-plated copper alloy — Clamping body has similar physical and
chemical characteristics as the
conductor

— One piece clamping body/current bar

- Connection of Aluminum Conductors
— Clamping body is able to penetrate
aluminium oxide
- Steel free Clamping Body
— High corrosion resistance

- Wire gauge from 18-2 AWG
solid, stranded and fine stranded
conductors can be terminated without
ferrules.

O Connection range
12-2 AWG

O Compact design - Save space on the rail
— selos Classic Line offers higher
density due to the wire size and

terminal block pitch.

Connection range Pitch

12 AWG 5 mm

10 AWG 6 mm

8 AWG 8 mm

6 AWG 10 mm

ALET e 4 AWG 12 mm
: 2 AWG 16 mm

- selos cLASSIC LINE
— Mounting on TS 35 DIN Rail (DIN 60 715)
— Product range:
Feed-through terminals
Ground terminals
Neutral Bus terminals
PEN terminals

0 Function and Installation safety - Incorrect mounting indicator on the top
of terminal
— terminals mounted incorrectly are

easily identified and fixed.

correct mounting
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Test plugs and shorting plugs

0 Test sockets which accept the test plugs
and the shorting plugs are installed in the
threaded slot on the carrying bar.

00 Modular test plugs are available to create
test plug modules greater than two poles.

Switchable connecting links (SCL)

0 For easy commoning and disconnecting
two terminals

Jumper bar
O Allow easy commoning of potential
O Available in pre-cut 2-6 pole versions

O Available in cut to length version in 50, 70,
or 90 pole versions depending on the
terminal block

0 End plates and partitions are required to
mantain creepage distances.

Marking systems

O Single marking tags in 5, 6, or 8mm pitch

O Marking strips (10 tags) to sanp on 10
terminals at the same time

O Tear-off marking strips for marking up to 3
digits per terminal block

0 Custom marking available upon request

Cover with warning symbol

0 For terminals that remain live after the
mains have been switched off (VDE 0113)

0 Can be removed with a screwdriver

DQS certificates for all company divisions

0 Quality standard as per DIN ISO 9001
in Development, Production, Assembly

0 Continued control of the
quality standard by means of regular
internal and external quality audits

0 Compatible with certificates of other
countries:

— BSI Certificate, Great Britain

— SQS Certificate, Switzerland

— Aib-Vincotte Certificate, Belgium

— OQS Certificate, Austria

Material

0 Metal components

Special alloys and surface treatments
offer low contact resistance and a gas
tight connection

Clamping body: nickel plated copper alloy

Screws: nickel plated copper alloy
Jumper bar: copper

Test socket: copper alloy, plated
SCL: copper alloy

O Insulation housing

Polyamide has excellent electrical,
chemical and mechanical
characteristics

Insulating housing: Polyamide 66/6
Tracking current
resistance:

Flammability class::

CT1 600
UL 94 V-2

(also see section facts & DATA)

You can use our wieplan software to
configure your own terminal block
assemblies

(see page 10/11).

Note:

The information regarding cross
sectional area and connection types
pertains to unprepared wires without
ferrules.

The voltage ratings apply to the
terminals in their intended application.
When different products are mounted
adjacent to each other, the proper
isolation distances must be adhered to.
For this purpose, Wieland offers a
large selection of appropriate
accessories.

A detailed description of technical data,
the standards’ requirements, and the
application conditions can be found in
part facts & DATA.
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DIN rail terminal blocks

with screw technology, type 9700 A.. S35

selos CLASSIC LINE
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Item Description

1

0 N O OB~ W N

11
12
13
14

15
16
17

18

19
20
21
22
23

24

25

26

27

28

29

30

31
32
33

Feed through block
Feed-through block, BLUE
Feed through block
Neutral disconnect block
Ground block

Feed through block
Neutral disconnect block
Ground block

Feed through block
Neutral disconnect block
Ground block

Feed through block
Feed-through block, BLUE
Ground block

Busbar 10x3
Mounting rail
End clamp for TS 35 withscrew

End plate, GREEN

Warning cover
Warning cover
Warning cover
Warning cover
Warning cover

Cross connector with screws, uninsulated
Cross connector with screws, uninsulated
Cross connector with screws, uninsulated
Cross connector with screws, uninsulated

Switchable connecting link, complete

Test plug with insulated handle, @ 2.3 mm
Stud bolt

Test plug with locking lever
Marking tag

Marking strip
Marking strip

Type

9700 A/5 S35

9700 A/5 S35 BLAU
9700 A/6 S35

9700 A/6 ETK S35
9700 A/6 SL2 S35
9700 A/8 S35

9700 A/8 ETK S35
9700 A/8 SL2 S35
9700 A/10 S35
9700 A/10 ETK S35
9700 A/10 SL2 S35
9700 A/16 S35
9700 A/16 S35 BLAU
9700 A/16 SL2 S35

9813 M Sn
35x27x7,5
9708/2 S35

9701/16 SL

2,5 mm?

4 mm?
10 mm?
16 mm?
35 mm?

9703/5-2
9703/6-2
9703/10-2
9703/16-2

10 mm?

ST2/2,3
2,56 mm?

9705 A
9705 A/6/10 B
9705 A/8/10 B

Part number
54.003.7553.0
54.003.7553.6
54.004.7553.0
54.004.7753.0
56.004.9053.0
54.010.7553.0
54.010.7753.0
56.010.9053.0
54.016.7553.0
54.016.7753.0
56.016.9053.0
54.035.7553.0
54.035.7553.6
56.035.9053.0

98.290.1000.0
98.300.0000.0
75.522.8553.0

07.312.0353.0

04.325.1656.0
04.325.1056.0
04.325.1156.0
04.325.1256.0
04.325.1456.0

77.215.0227.0
77.211.0227.0
77.214.0227.0
77.216.0227.0

77.269.3023.0

75.5653.2921.0
05.508.8921.0

71.299.7153.0

04.842.0850.0

04.842.6053.0
04.842.8053.0

¢ \
<l
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Feed-through blocks
with screw connection, type 9700 A.. S35

selos CLASSIC LINE

M3
466

32 )

w— m
B
=
I
9700 A/5 S35
fine stranded solid Y A
DIN VDE 0611 Teil 3/11.98 0.5-2.5mm? 0.5-4 mm? 800 V/8 kV/3 24
UL-ratings field/factory wiring No. 18-12 AWG 600V 20/30
CSA ratings No. 22-12  AWG 600V 25
Width Wire strip length 5mm 9mm
Approvals @LDO@mOEN €O @
Type Part no. Std. pack
Feed-through terminal Color: gray 9700 A/5 S35 54.003.7553.0 100
Feed-through terminal, (Ex)i Color: blue 9700 A/5 S35 BLAU 54.003.7553.6 100
Neutral disconnect block Color: blue
Ground block Color: green-yellow
PEN terminal Color: green/yellow - blue

Accessories
1. Mounting rail TS 35, DIN rail, 7.5 mm high L =2m 35x27x75ENG0715  98.300.0000.0 1
Mounting rail TS 35, DIN rail 15 mm high L =2m 35x 27 x 15 EN 60715 98.360.0000.0 1

2. End clamp TS 35, with screw 8 mm wide 9708/2 S35 75.522.8553.0 100
3. End plate Color: gray | 9701/6 07.310.3153.0 10
Color: blue 9701/6 BLAU 07.310.3153.6 10
Color: green

4. Partition plate Color: gray 9702/6 07.310.3453.0 10
Color: blue | 9702/6 BLAU 07.310.3453.6 10
5. Jumper bar with screws, 2pole 9703/5-2 77.215.0227.0 50
E-Cu, uninsulated 3pole 9703/5-3 77.215.0327.0 50
4pole | 9703/5-4 77.215.0427.0 50
5pole | 9703/5-5 77.215.0527.0 50
6pole | 9703/5-6 77.215.0627.0 50
Cut-to-order strip 0.6 m long 9703/5-M 77.215.0027.0 10
6. Switchable connecting link 77.269.3523.0 50
7. Stud bolt for test plug 9011 D 05.508.8921.0 10
8. Test plug ST2/23 75.553.2921.0 10
9. Cover with warn. symbol over 1 block Color: yellow 04.325.1656.0 10

10. Busbar

E-Cu, 10 x 3 mm, tin-plated, | =140 A L=1m
E-Cu, 10 x 3 mm, unplated, I, =140 A L=1m
11. Connector clamps for busbar
25 mm? 11.1 mm wide
35 mm? 14.3 mm wide
12. Busbar support 6 mm wide
13. Rapid mounting tool 05.593.5853.0 10
For marking accessories see pages 178-179 and 200/202 | *CL I, ZN1, AExe Il
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9700 A/6 S35
fine stranded solid V A
05-4mm? 05-6mm? 800V/8kV/3 32
No. 18-10 AWG 600V 30/30
No. 22-10 AWG 600V 35
6 mm 9 mm

QA ONEmONN ETOE@

Part no. Std. pack

Type
9700 A/6 S35
9700 A/6 S35 BLAU

35x27x7,5EN 60715
35x27 x 15 EN 60715
9708/2 S35

9701/6

9701/6 BLAU

9702/6
9702/6 BLAU
9703/6-2
9703/6-3
9703/6-4
9703/6-5
9703/6-6
9703/5-M

9011C
ST2/23

*CL 1, ZN1, AExe Il

54.004.7553.0
54.004.7553.6

98.300.0000.0
98.360.0000.0
75.522.8553.0
07.310.3153.0
07.310.3153.6

07.310.3453.0
07.310.3453.6
77.211.0227.0
77.211.0327.0
77.211.0427.0
77.211.0527.0
77.211.0627.0
77.211.0027.0
77.269.2923.0
05.508.8821.0
75.5653.2921.0
04.325.1056.0

05.5693.4153.0

100
100

100
10
10

10
10
50
50
50

50
10
50
10
10
10
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9700 A/8 S35
fine stranded solid/stranded \
1-10 mm? 1-10 mm? 800 V/8 kV/3
No. 18-8 AWG 600V
No. 18-8 AWG 600 V
8 mm
)L 00OmOLN EBDEO S
Type Part no. Std. pack
9700 A/8 S 35 54.010.7553.0 100
9700 A/8 S 35 BLAU 54.010.7553.6 100

35x27x7,5EN 60715
35x27 x 15 EN 60715
9708/2 S 35

9701/8

9701/8 BLAU

9702/8
9702/8 BLAU
9703/8-2
9703/8-3
9703/8-4
9703/8-5
9703/8-6

9011 B
ST 2/4

*CL 1, ZN1, AExe I

98.300.0000.0 1
98.360.0000.0 1
75.522.8553.0 100
07.310.3263.0 10
07.310.3263.6 10

07.310.35663.0 10
07.310.35663.6 10
77.212.0227.0 50
77.212.0327.0 50
77.212.0427.0 50
77.212.0527.0 50
77.212.0627.0 50

77.269.3023.0 50
05.508.3221.0 10
75.653.3021.0 10
04.325.1166.0 10

05.593.5953.0 10

50/50

12 mm

65/70

15 mm

m
Cali-
. ®
e
o, | |
R ]
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9700 A/10 S35
fine stranded solid/stranded Vv
1.5-16 mm? 15-16 mm? 800 V/8 kV/3
No. 18-6 AWG 600V
No. 16-6 AWG 600 V
10 mm
0@ADPEEORN ETO B
Type Part no. Std. pack
9700 A/10 S 35 54.016.7553.0 100
9700 A/10 S 35 BLAU 54.016.7553.6 100
35x27x75EN60715 98.300.0000.0 1
35x27 x 15 EN 60715 98.360.0000.0 1
9708/2 S 35 75.522.8553.0 100
9701/10 07.310.3953.0 10

9701/10 BLAU

9702/10
9702/10 BLAU
9703/10-2
9703/10-3
9703/10-4
9703/10-5
9703/10-6

9011 A
ST 2/4

*CL 1, ZN1, AExe Il

07.310.3953.6 10

07.310.4053.0 10
07.310.4053.6 10
77.214.0227.0 50
77.214.0327.0 50
77.214.0427.0 50
77.214.0527.0 50
77.214.0627.0 50

77.269.3123.0 50
05.508.3121.0 10
75.663.3021.0 10
04.325.1266.0 10

ﬁ_k, 53 | M5
\
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9700 A/12 S35
fine stranded solid/stranded V A
25-25mm? 25-35mm? 800V/8kV/3 101
No. 14-4 AWG 600V  85/100
No. 14-4 AWG 600V 100
12 mm 20 mm
QLA D0OEORN ETO B
Type Part no. Std. pack
9700 A/12S 35 54.025.75653.0 50
9700 A/12 S 35 BLAU 54.025.7553.6 50
35x27 x75EN 60715 98.300.0000.0 1
35x27 x 15 EN 60715 98.360.0000.0 1
9708/2 S 35 75.522.8553.0 100
9701/12 07.310.3353.0 10
9701/12 BLAU 07.310.3353.6 10
9702/12 07.310.3653.0 10
9702/12 BLAU 07.310.3653.6 10
9703/12-2 77.213.0227.0 50
9703/12-3 77.213.0327.0 50
9703/12-4 77.213.0427.0 50
9703/12-5 77.213.05627.0 50
9703/12-6 77.213.0627.0 50

77.269.3223.0 50

05.508.6521.0 10
ST2/4 75.553.3021.0 10

04.325.1356.0 10
*CL I, ZN1, AExe Il
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Feed-through blocks
with screw connection, type 9700 A.. S35

selos CLASSIC LINE

DIN VDE 0611 Teil 3/11.98
UL-ratings

CSA ratings

Width

Approvals

Feed-through block
Feed-through block, (Ex)i
Neutral disconnect block
Ground block

PEN terminal

Accessories

3. End plate

4. Partition plate

E-Cu, uninsulated

. Stud bolt for test plug
. Test plug

© 0 N o

N
o

. Busbar

25 mm?
35 mm?
12. Busbar support
13. Rapid mounting tool

192

5. Jumper bar with screws,

field/factory wiring

Wire strip length

Color: gray

Color: blue

Color: blue

Color: green-yellow
Color: green/yellow - blue

1. Mounting rail TS 35, DIN rail, 7.5 mm high L=2m
Mounting rail TS 35, DIN rail 15mm high
2. End clamp for TS 35, with screw

L=2m

8 mm wide
Color: gray
Color: blue
Color: green
Color: gray
Color: blue
2pole
3pole
4pole
5pole
6pole

Cut-to-order strip 0.6 m long
. Switchable connecting link

. Cover with warn. symbol over 1 block Color: yellow
E-Cu, 10 x 3 mm, tin-plated, | =140 A L=1m

E-Cu, 10 x 3 mm, unplated, I, = 140 A
11. Connector clamps for busbar

L=1m

11.1 mm wide
14.3 mm wide
6 mm wide

For marking accessories see pages 178-179 and 200/202

59
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9700 A/16 S35
fine stranded solid/stranded V A
25-35mm? 25-50mm? 800V/8kV/3 125
No. 12-2 AWG 600V 115/130
No. 12-2 AWG 600 V 125
16 mm 20 mm
QA DVEEORN ETO B
Type Part no. Std. pack

9700 A/16 S 35
9700 A/16 S 35 BLAU

54.035.7553.0 50
54.035.7553.6 50

35x27x7,5EN 60715
35x 24 x 15 EN 60715
9708/2 S35

9701/12

9701/12 BLAU

98.300.0000.0 1
98.360.0000.0 1
75.522.8553.0 100
07.310.33563.0 10
07.310.3363.6 10

9702/12 07.310.3653.0 10
9702/12 BLAU 07.310.3653.6 10
9703/16-2 77.216.0227.0 50
9703/16-3 77.216.0327.0 50
9703/16-4 77.216.0427.0 50
9703/16-5 77.216.0527.0 50
9703/16-6 77.216.0627.0 50

77.269.3423.0 50

05.508.6521.0 10
ST 2/4 75.663.3021.0 10

04.325.1456.0 10

*CL 1, ZN1, AExe Il




Neutral disconnect blocks
with screw terminal, type 9700 A.. S35

selos CLASSIC LINE
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*Install in grounded systems 690/400 V

9700 A/6 ETK S35

A

9 mm

fine stranded solid \
05-4mm? 05-6mm? 400 V/6 kV/3* 25
6 mm
Type Part no. Std. pack
9700 A/6 ETK S 35 54.004.7753.0 100
35x27 x7,5EN 60715 98.300.0000.0 1
35x 24 x 15 EN 60715 98.370.0000.0 1
9708/2 S 35 75.522.8553.0 100
9701/6 ETKL 07.310.4553.0 10
9813 M 98.290.0000.0 1
9813 M SN 98.290.1000.0 1
30.494.1110.6 100
30.494.2510.6 100
9701 ASH S 35 01.112.1453.0 100

FH,, 405 Mb
|
1

I —

o 1
oS -
i‘ Lo 0‘3§

1y | ¥ l
Yo 4 o

1 46,6

*nstall in grounded systems 690/400 V

9700 A/8 ETK S35

fine stranded solid/stranded

1-10mm?2  1-10 mm?

8 mm

Type Part no.

9700 A/8 ETK S 35 54.010.7753.0
35x 27 x7,5EN 60715 98.300.0000.0
35x 24 x 15 EN 60715 98.370.0000.0
9708/2 S 35 75.522.8553.0

9701 B/B ETK

9813 M
9813 M SN

9701 ASH S 35

07.310.5253.0

98.290.0000.0
98.290.1000.0

30.494.1110.6
30.494.2510.6
01.112.1453.0

\Y

Std. pack

100

100

50

100
100
100

478
553

A
400 V/6 kV/3*¥) 40

12 mm
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*lInstall in grounded systems 690/400 V

9700 A/10 ETK S35

fine stranded solid/stranded

1.5-16 mm? 1.5-16 mm?

10 mm

Type Part no.

9700 A/10 ETK S 35 54.016.7753.0
35x27 x75EN 60715 98.300.0000.0
35x 24 x 15 EN 60715 98.370.0000.0
9708/2 S 35 75.522.8553.0

9701 B/10 ETK

9813 M
9813 M SN

9701 ASH S 35

07.310.5353.0

98.290.0000.0
98.290.1000.0

30.494.1110.6
30.494.2510.6
01.112.1453.0

\Y

Std. pack

100

100

50

100
100
100

A

400 V/6 kV/3* 50

15 mm
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Ground blocks
with screw technology, type 9700 A.. S35

selos CLASSIC LINE

DIN VDE 0611 Teil 3/11.98

25,8

UL-ratings field/factory wiring
CSA ratings
Width Wire strip length
Approvals
Feed-through terminal Color: gray
Feed-through block, (Ex)i Color: blue
Neutral disconnect block Color: blue

Ground block

Color: green-yellow

1.

194

PEN terminal

12.
13.
For marking accessories see pages 178-179 and 200/202

Color: green/yellow - blue

Accessories

Mounting rail TS 35, DIN rail, 7.5 mm high L=2m

Mounting rail TS 35, DIN rail 15 mm high L =2m

2. End clamp TS 35, with screw 8 mm wide
3. End plate Color: gray
Color: blue

Color: green

4. Partition plate Color: gray
Color: blue

5. Jumper bar with screws, 2pole
E-Cu, uninsulated 3pole
4pole

5pole

6pole

Cut-to-order strip 0.6 m long

. Switchable connecting link

. Stud bolt for test plug

. Test plug

. Cover with warn. symbol over 1 block Color: yellow
. Busbar

E-Cu, 10 x 3 mm, tin-plated, |, =140 A L=1m
E-Cu, 10 x 3 mm, unplated, |, =140 A L=1m

. Connector clamps for busbar

25 mm? 11.1 mm wide
35 mm? 14.3 mm wide
Busbar support 6 mm wide

Rapid mounting tool

9700 A/6 SL2 S35

fine stranded solid V A
05-4mm? 05-6mm? 800 V/@BkV/3*  *¥
No. 18-10 AWG 600 V*

No. 22-10 AWG 600 V ¥

6 mm 9 mm
Qon e®e

Type Part no. Std. pack

9700 A/6 SL2 S 35 56.004.9053.0 100

35x27x7,5EN 60715
35x 24 x 15 EN 60715
9708/2 S35

9701/6 SL

*CL I, ZN1, AExe Il

98.300.0000.0 1
98.360.0000.0 1
75.522.8553.0 100
07.312.0053.0 10

9700 A/8 SL2 S35

fine stranded solid/stranded Vv A
05-10mm?2 0.5-10 mm?2 800 V/8kV/3*  *¥
No. 18-8 AWG 600 V*

No. 18-8 AWG 600 V*

8 mm 11 mm
Qon‘e®@

Type Part no. Std. pack

9700 A/8 SL2 S 35 56.010.9053.0 100

35x27x7,5EN 60715
35x 24 x 15 EN 60715
9708/2 S 35

9701/8 SL

*CL I, ZN1, AExe Il

98.300.0000.0 1
98.360.0000.0 1
75.522.8553.0 100
07.312.01563.0 10




9700 A/10 SL2 S35

fine stranded solid/stranded V A
1.5-16mm? 15-16 mm2 800 V/8kV/3¥  **I
No. 18-6 AWG 600 V*!
No. 16-6 AWG 600 V*!
10 mm 16 mm
OOoN €@

Type Part no. Std. pack

9700 A/10 SL2 S 35 56.016.9053.0 50

35x27x75EN60715  98.300.0000.0 1
35x 24 x 15 EN 60715 98.360.0000.0 1
9708/2 S 35 75.522.8553.0 100
9701/10 SL 07.312.0253.0 10

*CL 1, ZN1, AExe Il

"
oo
E)\‘ u
=
1 v A 1
|
1 t — S R
P 59 -
**IFor the ratings to adjacent feed-through blocks of
the same series and size
9700 A/16 SL2 S35 9700 A/16 PEN 2 S35
fine stranded solid/stranded V A fine stranded solid/stranded V A
2.5-35mm? 25-50mm? 800V/8kV/3*)  **)  25-35mm? 2.5-50mm? 500V/6kV/3**
No. 12-2 AWG
No. 12-2 AWG 600 V¥
16 mm 18mm  32mm 18 mm
don-e®e@
Type Part no. Std. pack Type Part no. Std. pack

9700 A/16 SL2 S 35 56.035.9053.0 50
9700 A/16PEN 2,535  56.035.9453.0 20

35x27x75EN60715  98.300.0000.0 1 35x27x75EN60715  98.300.0000.0 1
35x 24 x 15 EN 60715 98.360.0000.0 1 35x 24 x 15 EN 60715 98.370.0000.0 1
9708/2 S 35 75.522.8553.0 100 9708/2 S 35 75.522.8553.0 100
9701/16 SL 07.312.0353.0 10
9701/12 BLAU 07.310.3363.6 10
9702/12 BLAU 07.310.3653.6 10

*CL 1, ZN1, AExe Il
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Accessories for DIN rail mount terminal blocks
with screw technology, type 9700 A.. S35

selos CLASSIC LINE

Jumper bar with screws

Type Part no. Std. pack

2,5 mm?

9700 A/5 S 35
2pole  9703/5-2 77.215.0227.0 50
3pole 9703/5-3 77.215.0327.0 50
4pole  9703/5-4 77.216.0427.0 50
Bpole 9703/5-5 77.215.0627.0 50
6pole 9703/5-6 77.215.0627.0 50

90pole 9703/5M-80 77.216.0027.0 10

4 mm?

9700 A/6 S 35
2pole 9703/6-2 77.211.0227.0 50
3pole 9703/6-3 77.211.0327.0 50
4pole 9703/6-4 77.211.0427.0 50
5pole 9703/6-5 77.211.0527.0 50
6pole 9703/6-6 77.211.0627.0 50

70pole 9703/6 M-70  Z7.211.0027.0 10

10 mm?

9700 A/8 S 35
2pole 9703/8-2 77.212.0227.0 50
3pole 9703/8-3 77.212.0327.0 50
4pole 9703/8-4 77.212.0427.0 50
5pole 9703/8-5 77.212.0527.0 50
6pole 9703/8-6 77.212.0627.0 50

50pole 9703/8M-50  Z7.212.0027.0 10

196

Type
16 mm?

9700 A/10 S 35

2pole
3pole
4pole
5pole
6pole
40pole

25 mm?

9703/10-2
9703/10-3
9703/10-4
9703/10-5
9703/10-6
9703/10 M-40

9700 A/12 S 35

2pole
3pole
4pole
5pole
6pole
30pole

35 mm?

9703/12-2
9703/12-3
9703/12-4
9703/12-5
9703/12-6
9703/12 M-30

9700 A/16 S 35

2pole
3pole
4pole
5pole
6pole
20pole

9703/16-2
9703/16-3
9703/16-4
9703/16-5
9703/16-6
9703/16 M-20

Part no. Std. pack

77.214.0227.0
77.214.0327.0
77.214.0427.0
77.214.0527.0
77.214.0627.0
77.214.0027.0

77.213.0227.0
77.213.0327.0
77.213.0427.0
77.213.0527.0
77.213.0627.0
77.213.0027.0

77.216.0227.0
77.216.0327.0
77.216.0427.0
77.216.0527.0
77.216.0627.0
77.216.0027.0

50
50
50
50
50
10

50
50
50
50
50
10

50
50
50
50
50
10

Warning cover
Type Part no. Std. pack
for terminal block type 9700 A/.. S 35

2,5 mm? 04.325.1656.0 10

4 mm? 04.325.1056.0 10
10 mm? 04.325.1156.0 10
16 mm? 04.325.1256.0 10
25 mm? 04.325.1366.0 10
35 mm? 04.325.1456.0 10




O Switchable connecting link
O Screws with link
O Screw spacer

Type Part no. Std. pack
for terminal block type 9700 A/.. S 35

Switchable connecting link
2,6 mm? 77.269.3523.0 50
4 mm? 77.269.2923.0 50

10 mm? 77.269.3023.0 50
16 mm? 77.269.3123.0 50
25 mm? 77.269.3223.0 50
35 mm? 77.269.3423.0 50

Switchable connecting link with screws

2,6 mm? 77.269.2823.0 50

4 mm? 77.269.0623.0 50
77.269.0523.0 50
77.269.0723.0 50

10 mm?
16 mm?

Threaded stud bolt (screw spacer)
2,56 mm? 05.508.8621.0 50

4 mm? 05.508.8621.0 50
05.508.8721.0 50
05.508.9721.0 50

10 mm?

16 mm?

O Test socket
O Test plug with insulated handle
O Shorting plug

0 Modular test plug

Type Part no. Std. pack
for terminal block type 9700 A/.. S 35

Test socket
2,5 mm? 05.508.8921.0 10
4 mm? 05.508.8821.0 10

10 mm? 05.508.3221.0 10
16 mm? 05.5608.3121.0 10
25 mm? 05.508.6521.0 10
35 mm? 05.508.6521.0 10

Test plug with insulated handle

@ 2,3 mm 2,5/4 mm? red

@ 4 mm 10/16/25/35 mm? black

2,5 mm? 75.553.2921.0 10
4 mm? 75.553.2921.0 10

10 mm? 75.663.3021.0 10
16 mm? 75.663.3021.0 10
25 mm? 75.553.3021.0 10
35 mm? 75.553.3021.0 10

Shorting plug
75.563.9400.0 100

For all 6 mm wide control cabinet terminal blocks, to

be used together with stud bolts
(part no. 05.508.8821)

Modular test plug

snap-on with locking lever for 9700 A 6/S 35
71.299.7153.0 10

Test plug

snap-on 71.299.8153.0 10

O

leichter

[l
montieren
I

[
W

1]

Rapid mounting tool
Type Part no.

Rapid mounting tool

2,5 mm?

10 mm?

i
WIELAND
Sehnell- Hentage Tochalk

Std. pack

for terminal block type 9700 A/.. S 35

05.593.5853.0 10
4 mm? 05.593.41563.0
05.593.5953.0 10
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Accessories for DIN rail terminal blocks
with screw connection

selos CLASSIC LINE

Mounting rail 35 x 7.5 Mounting rail 35 x 15
accord. to DIN EN 60715 accord. to DIN EN 60715
Type Part no.  Std. pack Type Partno.  Std. pack
Mounting rail
1. Steel, galv. zinc-plated and dichromated,unslotted L = 2 m 35x27x75EN60715 98.300.0000.0 1 35x27x 15 EN 60715 98.370.0000.0 1
Steel, galv. zinc-plated and dichromated,slottedL = 2 m 36x27x7,5EN60715slotted  98.300.1000.0 1 36 x27x 15 EN 60715 98.370.1000.0 1
2. Steel, unplated unslotted L =2 m 35x 27 x 7,5 EN 60715unplated 98.300.0010.0
Steel, unplated slotted L=2m
3. Steel, hot-galvanized unslotted L =2 m
Steel, hot-galvanized slotted L=2m
4. E copper unslotted L =2 m
E copper slotted L=2m
5. Aluminum unslotted L =2m 35x 27 x7.5EN 60715 98.750.0000.0
slotted L=1m | 35x27x7.5ENG60715 98.800.1000.0
6. Stainless steel unslotted L =2m 35x27 x 7.5 EN 60715 98.330.0000.0
End clamp
7. End clamp with screw for 35 mm rail 8 mm wide
8. End clamp with screw for 35 mm rail
with marking plate 8/17.56 mm wide
9. End clamp, screwless, for 35 mm rail 8 mm wide
10. End clamp, screwless, for 35 mm rail
with marking plate 8/17,5 mm wide
for terminal rails
11. Bus bar holder 8 mm wide
Busbar support, with screw 8mm
12. Clamping screw for mounting rail
13. Optional label carrier
14. Paper Markers in perforated sheet form
(1 sheet = 100 Marking tags)

198
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Mounting rail 35 x 15
accord. to DIN EN 60715

Type Part no. Std. pack

35x27 x 16 EN 60715 98.360.0000.0 1

35x27x 15 EN 60716 ZN  98.360.0004.0 1

35x27x 156 EN607156 CU  98.380.0000.0 10

End clamp for TS 35
Screw Mounting

Type

9708/2 S 35
9708/2 BS/35

04.019.0289.0

Part no.

75.522.8553.0
69.920.0553.0

10

Std. pack

100
100

End clamp for TS 35
Screwless Mounting

Type Part no.

WEF 1/35 75.523.9353.0

WEF 1 BS/35 69.920.1053.0

WKIF SH/E/35 71.108.8453.0
69.920.1153.0
05.091.0200.0

BSIR 74.243.8453.0

04.019.0289.0

Std. pack

100
100
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Marking accessories for DIN rail terminal blocks

selos CLASSIC LINE

Material:
Polyamide 66/6
Color: black figures on white background

DIN rail terminal blocks with screw connection
of series 97.., can take in marking tags on
both sides on top of the block in a 3-chamber
slot. It can be either 3 single number tags
from the tear-off marking strip, or single tags,
or marking strips.

1. Marking strips marked
and unmarked, made from Polyamide 66/6,
suitable for10 blocks in a row.

Marking 1-10, 11-20 etc. up to 991-999.
Type 9705 A/5/10 (5 mm spacing)

for Bmm wide terminal blocks

Type 9705 A/6/10 (6 mm spacing)

for 6 mm wide terminal blocks

Typ 9705 A/8/10 (8 mm spacing)

for 8 mm wide terminal blocks

Type 9705 A/5/10/5 B (10 mm spacing)
for 10 mm wide terminal blocks

Type 9705 A/6/10/5 B (12 mm spacing)
for 12 mm wide terminal blocks

Typ 9705 A/8/10/5 B (16 mm spacing)
for 16 mm wide terminal blocks

2. Tear-off marking strip with 10 marking
tags, made from Polyamide 66/6, white,
marked and unmarked.

This marking system considerably
reduces the time required for marking
terminal block rows. For numerical
marking of terminal block rows only
11 stock positions are required. As
the time used for picking and
attaching the tags is reduced, and as
stockkeeping is low and the prices
extremely favorable, enormous cost
savings are the result from using
these tear-off marking strips.

Type 9704 A...
(see page 180)

3. Single marking tag made from white
Polyamide 66/6, marked and unmarked.
Type 9705 A...

200

All terminal widths/pitch

Type Part no. Std. pack
Single marking tag, unmarked

9705 A 04.242.0850.0 500
Single marking tag, marked

9705 AB* 04.842.0850.0 500

Single marking tag, unmarked
with enlarged marking area
9705 AL 04.242.1553.0 500

Single marking tag, marked

for enlarged marking area
9705 ALB 04.842.1553.0 500

*Custom marking upon request

B LA r,ﬁﬁz 4
L = orgreraracy
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5 mm pitch

Type Part no. Std. pack
Marking strips, unmarked

9705 A/5/10 04.242.5053.0 25

Marking strips, marked

9705A/5/9B  1-9 04.842.4953.0 25
9705 A/5/108* 04.842.5053.0 25
9705A/5/108 1 -10 04.845.01563.0 25
11-20 04.845.0253.0 25
21-30 04.845.0353.0 25
31-40 04.845.0453.0 25
41 -50 04.845.0553.0 25
51 -60 04.845.0653.0 25
61-70 04.845.07563.0 25
71-80 04.845.0853.0 25
81-90 04.845.0953.0 25
91-100 04.845.1053.0 25

04.855.0853.0 25

@ (10x) 04.855.0053.0 25
<+ (10 x) 04.855.01563.0 25
+ (10 x) 04.855.0263.0 25
- (10 x) 04.855.0353.0 25
L1 (10x) 04.855.0453.0 25
L2 (10x) 04.855.05653.0 25
L3 (10 x) 04.855.0653.0 25
PE (10x) 04.855.0753.0 25
SL (10x) 04.855.31563.0 25
N (10 x) 04.855.3253.0 25
F1 (10x) 04.855.0953.0 25
F2 (10x) 04.855.1063.0 25
)

L1,12,13,N,PE (2 x

with enlarged marking area
9705 AL/5/10 04.242.5153.0 25
* Custom marking upon request




6 mm pitch

Type Part no. Std. pack
Marking strips, unmarked
9705 A/6/10 04.242.6053.0 25

Marking strips, marked

9705A/6/9B 1-9 04.842.5953.0 25

9705 A/6/10B* 04.842.6053.0 25

9705A/6/10B 1 -10 04.846.01563.0 25
11-20 04.846.02563.0 25
21-30 04.846.03563.0 25
31-40 04.846.04563.0 25
41-50 04.846.0553.0 25
51 -60 04.846.0653.0 25
61-70 04.846.0763.0 25
71-80 04.846.0853.0 25
81-90 04.846.0953.0 25
91-100  04.846.1053.0 25

@ (10x) 04.856.0053.0 25
<+ (10 x) 04.856.0163.0 25
+ (10 x) 04.856.0263.0 25
- (10 x) 04.856.0353.0 25
LT (10x) 04.856.0453.0 25
L2 (10 x) 04.856.0653.0 25
L3 (10 x) 04.856.0653.0 25
PE (10x) 04.856.0753.0 25
SL (10x) 04.856.3153.0 25
N (10 x) 04.856.32563.0 25
F1 (10 x) 04.856.0953.0 25
F2 (10x) 04.856.10563.0 25
L1,12,13,N,PE (2 x) 04.856.0853.0 25

with enlarged marking area
9705 AL/6/10 04.242.6353.0 25
* Custom marking upon request

8 mm pitch
Type Part no. Std. pack
Marking strips, unmarked
9705 A/8/10 04.242.8053.0 25
Marking strips, marked
9705A/8/98 1 -9 04.842.7953.0 25
9705 A/8/10 B* 04.842.8053.0 25
9705A/8/108 1 - 10 04.848.01563.0 25
11-20 04.848.0253.0 25
21-30 04.848.03563.0 25
31-40 04.848.0453.0 25
41-50 04.848.0553.0 25
51 -60 04.848.0653.0 25
61-70 04.848.07563.0 25
71-80 04.848.0853.0 25
81-90 04.848.0953.0 25
91-100 04.848.1053.0 25
@ (10 x) 04.858.0053.0 25
=+ (10x) 04.858.0153.0 25
+ (10 x) 04.858.0253.0 25
- (10 x) 04.858.0353.0 25
LT (10 x) 04.858.0453.0 25
L2 (10x) 04.858.0553.0 25
L3 (10 x) 04.858.0653.0 25
PE (10x) 04.858.0753.0 25
SL (10x) 04.858.3153.0 25
N (10 x) 04.858.3253.0 25
F1 (10x) 04.858.0953.0 25
F2 (10x) 04.858.1053.0 25
L1,12,L3,N,PE (2 x) 04.858.0853.0 25

*Custom marking upon request

10 mm pitch

12 mm pitch

16 mm pitch

Type Part no. Std. pack
16 mm?/10 mm pitch

marked for 5 blocks (every 2nd tag) *
9705 A/5/10/5B 04.842.5553.0 25

25 mm?2/12 mm pitch

marked for 5 blocks (every 2nd tag) *
9705 A/6/10/5B 04.842.6553.0 25

35 mm?/16 mm pitch

marked for 5 blocks (every 2nd tag) *
9705 A/8/10/5B 04.842.8553.0 25

* indicate required marking with part no.
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Marking accessories for DIN rail terminal blocks

selos

Tear-off marking strip with 10 marking tags

Material: Polyamide 66/6 white, marking in black Marking per strip. Type Part no. Stand. pack
unmarked 9704 A 04.241.1150.0 25
—
marked with the same number 1 1 1 1 1 1 1 1 1 1 9704 A/1 B 04.841.1150.0 25
& 2 2 2 2 2 2 2 2 2 2 9704 A/2 B 04.841.1250.0 25
A8 ma \ = 33 3 3 3 3 3 3 3 3 9704 A/3B 04.841.1350.0 25
ML S 4 4 4 4 4 4 4 4 4 4 9704 A/4 B 04.841.1450.0 25
: - 5 5 5 5 5 5 5 5 5 b 9704 A/5B 04.841.1550.0 25
i 6 6 6 6 6 6 6 6 6 6 9704 A/6 B 04.841.1650.0 25
7 7 7 7 7 7 7 7 7 7 9704 A/7B 04.841.1750.0 25
g 8 8 8 8 8 8 8 8 8 9704 A/8 B 04.841.1850.0 25
9 9 9 9 9 9 9 9 9 9 9704 A/9B 04.841.1950.0 25
0 0 0 0 O O O O 0 O 9704 A/0B 04.841.2050.0 25
marked with consecutive numbers 1 2 3 4 5 6 7 8 9 0 9704 A/1-0B 04.841.2150.0 25
L 2 22 o
A B
W
marked with the same symbols + 0+ + 0+ o+ o+ o+ o+ o+t 9704 A/+B 04.841.7450.0 25
- - - - - - - - - = 9704 A/-B 04.841.7550.0 25
/] A Y A 9704 A// B 04.841.7650.0 25
9704 A/. B 04.841.7750.0 25
1 set of the same numbers
=10 x 25 strips = 2500 numbers 1 1 1 . 0 0 0 Ato Z (capital letters) 04.841.9050.0 1
1 set of capital letters
= 26 x 25 strips = 6500 letters A A A 7 71 7 ato z (small letters) 04.841.9150.0 1
1 set of small letters
= 26 x 25 strips = 6500 letters a a a . 7 1 1 04.841.9250.0 1
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TOP system

The TOP system offers

0 Terminal block module based on narrow
pitch of 5mm

0 Top-System allows wire entry and
screwdriver access in the same plane

Universal mounting foot for
0 TS 35 mm DIN rail to EN 60715

0 TS 32 mm DIN rail to EN 60715
Feed-through terminals located in the
center

Materials:

Insulating housing: Polyamide 66/6
Clamping body / clamping screws: steel,
zinc-plated and dichromated

Current Carrying Bar: Tin-plated copper alloy

TOP plug system
Accepts 10 pole plug-able connector

Coding capability: 28 coding configurations

Plug-able connector with locking levers

Strain relief

Top-system standard
10 pole feed through terminal block module

Orientation perpendicular to the
mounting rail

Pitch/width is only 39 mm for 10 terminals
Screw technology

Marking tag system
0 Snap in marking tag carrier
O Marking facility for module

0 Marking system uses Wieland standard
tags

O Module is molded with marking 1-10

Potential commoning

0 Insulated plug-in jumper bars (2-10 pole)

Application advantages
— Save space in the panel — up to 40%

- Ease of inserting and terminating the
conductor

- Easy mounting, secure attachment on all
types of DIN rail

- Due to its excellent electrical, chemical
and mechanical properties

- Low contact resistance
- Each terminal can be marked individually

Ease of use
Clean and neat wiring

Plug-able connector cannot be mismated

Plug-able connector provides a safe
connection which locks in place

Strain relief with cable ties via holes on the
marking late

Ease of use
Clean and neat wiring

Secure connection

- Mark every termination point
- Mark modules individually

Reduces Inventory

!

Quick and easy installation (no screws)

[

Increased safety due to tough safe
design

!
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TOP system

selos
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EN 60 947-7-1/DIN VDE 0611 T1
UL-ratings

CSA ratings

Width

Approvals

Wire strip length

Terminal block assembly (screw)
Terminal block assembly (screw/plug)
TOP plug with coding and marking facilities

Accessories

1. Mounting rail TS 35, DIN rail, 7.5 mm high L=2m
Mounting rail TS 35, DIN rail 1.5mm high L=2m
Mounting rail TS 32 G rail L=2m

2. End clamp with U-foot 10 mm wide
End clamp TS 35, with screw 8 mm wide

End clamp TS 32, with screw 7.5 mm wide

3. Push-in jumper bar

E-Cu insulated 2pole
3pole

to 10pole

4. Mounting adapter for mounting right
parallel to the rail left

Coding pins, 10 each per strip

Marking tag carrier, snap-on
For marking systems see pages 178-183 and 250-251
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‘60000060068
WKB 2,5/U

fine stranded solid
0.5-2.5mm? 0.5-4 mm?

No. 22-12  AWG
No. max. 12 AWG
39 mm

e
Type
WKB 2,5/U

35x 27 x 7,5 EN 60715
35x 24 x 15 EN 60715
9006 EN 60715 G-32
WE 1/U

9708/2 S 35

9708

*) When two cross connectors are mounted adjacent to each other,

the rated voltage is reduced to 250 V/4 kV/3

300V
300V

Part no.
57.603.0055.0

98.300.0000.0
98.360.0000.0
98.190.0000.0
75.523.5753.0
75.5622.8553.0
75.522.7053.0

77.258.0225.0
77.258.0325.0
77.258.1025.0
05.523.1610.0
05.523.1710.0

04.242.3253.0

\
400 V/6 kV/3 20

Std. pack

10

100
100
100

10
10
10
10
10

A

10
10
10 mm




| 73

{
DEEEEEEEEE

nuuuuL
0 0 (XXX . 08O ® M
WKB 2,5/B/U ST 29/10 S
fine stranded solid \ A fine stranded solid Y A
05-25mm? 05-4mm? 400V/6kV/3 10 05-25mm? 0.5-4mm?* 400V/6kV/3 10
No. 22-12 AWG 300V 5 No. 22-14 AWG 300V 5
No. 22-12 AWG 300V 5 No. 22-14 AWG 300V 5
38 mm 10 mm 6 mm
@ne Qe
Type Part no. Std. pack Type Part no. Std. pack
WKB 2,5/B/U 57.603.3555.0 10
ST29/10S 93.102.0055.0 50 Coding
1. combination
2. combination
3. combination
35x27x75EN 60715 98.300.0000.0 1 4. combination
35x24x 5EN 60715 98.360.0000.0 1 5. combination
9006 EN60715G-32  98.190.0000.0 1 6. combination
WE U 755623.5753.0 100 7. combination
9708/2 S 35 75.522.8663.0 100 8. combination
9708 75.522.7053.0 100 9. combination
10. combination
11. combination
12. combination
13. combination
14. combination
15. combination
16. combination
17. combination
18. combination
77.268.0225.0 10 77.268.0225.0 10 19. combination
77.258.0325.0 10 77.258.0325.0 10 20. combination
77.258.1025.0 10 77.268.1025.0 10 etc.
05.599.8053.0 100 05.599.8053.0 100
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Distribution module, 32 pole
plug-able system with shield connection

selos

Material:

Insulating part: Polyamide 66/6 gray, blue

Tab connector: tin-plated copper alloy
Spring contact: tin-plated bronze

Tab connector: 2.8 x 0.8 mm

6.3 mm
2.8 mm

*) Push-on connector
Push-on connector
TERMI-POINT

\oltage accord. to DIN VDE 0110
Distribution module

Plug-able connector

Accessories

1. Spring contact for 0.5 - 1 mm?
Banded contacts
Single contact

4. Spring contact for 0.1 — 0.5 mm?
Banded contacts
Single contact

7. Crimp Tool

8. Contact removal tool

9. Replacement latch

206

20 A
10 A
10A

gray (per pole)
blue

Distribution module pluggable system Color: gray

Color: blue
Color: gray
Color: blue

For marking systems see pages 178-183 and 250-251

-
FEE=

=~
‘4:44‘_‘_

s
o )

— 4

i et it ol

Ul
=
v

255

-

|

L

RV2S/...
Front Rear Vv

400 V/6 kV/3
3x28x08 3x28x0,8
2x2,8x08 2x28x0,8
Type Part no. Std. pack
RV2S/6 26.500.2053.0 10
RV2S/4 blau 26.500.2353.0 10

38

*

151,5

255 m

b
747 ‘

RV2S/...L

Front Rear V A
400 V/6 kV/3 ¥)

3x2,8x0,8 1 Loétanschluss

2x2,8x0,8 1 Lotanschluss

Type Part no. Std. pack
RV2S/3L 26.500.2153.0 10
RV2S/2L blau 26.500.2453.0 10




—|

1695 i o

079x16 ok T e
RV2S/...TP1 T
Front Rear V A V A
400 V/6 kV/3 *) 400 V/6 kV/3 *) 0%
3x28x08 2x28x0,8 L6 | 36
1 x Termi-Point g'ﬁ'g‘_\ﬁ'ﬂ’\ gazz.T_g,se
2x2,8x08 1xTermi-Point N_‘/LJL/} e
Type Part no. Std. pack Type Part no. Std. pack |
RV2S/3TP1 26.500.2253.0 10 :
RV2S/2TP1blau 26.500.2553.0 10 n | N
93.004.0056.0 10 g 8%
93.004.0056.6 10
= =
g
02.124.4000.0 4000 i U
02.124.4029.0

02.124.4100.0 4000

02.124.4129.0 The narrow design of the terminal block is only 35 mm

wide, with 32 connections in four rows and, means

95.101.0612.0 1 that you can increase the packing density when using

05.502.0200.0 1 touch-on clamp type or solder connection methods.

05.502.0500.0 1 This sytem can be expanded using a 32 pole plug which
enables simultaneous connection of 32 contacts.
Advantages:

— easy connection of all poles via a
hinged lever on the group plug

— can be fixed securely by means of an
easy-to-operate locking lever on the
lower section

— cable strain relief

— a cover on the plug connector enables
measurements to be taken when the
group plug in connected

— leading earth contact which can be directly
connected to the frame upon assembly

— marking facility — marker tag type
9705 AB and 9704 AB (see page 180)
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Distribution Module 32pole
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Material: Insulating part: Polyamide 66/6 gray, blue
Tab connector: tin-plated brass

Tab connector: 2.8 x 0.8 mm

20
: 75
38

*) Push-on connector 6.3 mm 20 A
Push-on connector 2.8 mm 10 A
TERMI-POINT 10 A

RV2/A...
Front Rear V A
Voltage accord. to DIN VDE 0110 400 V/6 kV/3 *)
Stacking coordinate gray (per pole) 3x28x08 3x28x0.8
blue 2x28x08 2x28x0.8
Type Part no. Std. pack
Distribution module standard version Color: gray RV2A/6 26.500.4053.0 10
Color: blue RV2A/4 blau 26.500.4353.0 10

For marking systems see pages 178-183 and 250-251
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m

b

RV2A/...L
Front Rear

400 V/6 kV/3
3x28x08 1
2x28x08 1
Type Part no. Std. pack
RV2A/3L 26.500.4153.0 10
RV2A/2L blau 26.500.4453.0 10




RV2A/..TP1
Front Rear v

400 V/6 kV/3

3x28x08 2x28x0,8
1 x Termi-Point
2x2.8x0.8 1xTermi-Point

Type Part no. Std. pack
RV2A/3TP1 26.500.4253.0 10
RV2A/2TP blau 26.500.4553.0 10
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Shielded cable terminals, type SK

selos

System advantages

O Easy and safe contacting without
damage to the braided shield

O Stainless Steel pressure spring ensures
excellent contact

O Corrosion resistant due to anticorodal
contact material

O spring terminal available in three
different sizes (5 — 34 mm diameter)

0 Potential commoning via the mounting B L
rail !

O Insulated mounting of the rail via the
plastic (duroplast) mounting feet

Material: Anticorodal

SK...
Type Clamping |B L H._
(shielded cable diameter) | Force
SK5-11 14-24 N 17 mm |32 mm |49 mm
SK9,5-13,6 20-35 N 22 mm |32 mm |54 mm
SK12,5-16,5 2847 N 26 mm |32 mm [58,5 mm
SK15,5-20,5 70-95 N 32mm |32 mm [66,5mm
SK19-27 85-107 N 39 mm [32mm |73 mm
SK26-34 105-130 N {48 mm |32 mm |84 mm
Type Part no. Std. pack Type Part no. Std. pack
Shielded cable terminals SK 5-11 72.803.0228.0 10
SK 9,5-135 72.803.0328.0 10
SK 12,5-16,5 72.803.0428.0 10
SK 15,5-20,5 72.803.2228.0 10
SK19-27 72.803.2328.0 10
SK 26-34 72.803.2428.0 10
Accessories
1. Mounting rail (galvanized steel) L=2m 98.400.0000.0 1

2. Mounting feet Color: light gray
3. Ground terminal
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o I 1 —
2 { 1 % Ground terminal for mounting rail.
76 n Clamping body: nickel plated copper alloy
' : = .
. Z | Rated cross section: 16 mm?
rated wire guage
#13 stranded: 10-16 mm?/6 - 4 AWG

fine stranded: 15-16mm?/18 - 4 AWG

Wire strip length: 11 mm

Width: 8.4 mm
Base: Duroplast, light gray
Female part: brass
Thread: M4
Type Part no. Std. pack Type Part no. Std. pack
71.980.0040.0 10
9700/10E/1 72.302.1321.0 10
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Shielded cable terminals, type SKN

selos

Shielded cable terminals

Accessories
1. Busbar support (one-sided), tin-plated steel

Busbar support (two-sided), tin-plated steel

Busbar support, plastic Color: black
2. Ground terminal, tin-plated steel  Color: green-yellow
3. Busbar, Cu tin-plated 18x3 mm L=1m

212

Material: nickel-plated brass

SKN...

Type Clamping |B L H_
(shielded cable diameter) | force

SKN1,5-6,5 8-13 N 10 mm |25 mm [33,5 mm
SKN5-11 22-31 N 17 mm |26 mm |41 mm
SKN10-17 32-68 N 23mm |25 mm |57 mm
SKN16-24 37-53 N 30 mm |25 mm |71 mm
Type Part no. Std. pack

SKN1,5-6,5 72.803.1328.0 10

SKN5-11 72.803.1428.0 10

SKN10-17 72.803.15628.0 10

SKN16-24 72.803.1628.0 10

M
Type Part no. Std. pack
WE SH 1/35 75.515.3310.0 20
WE SH 2/35 75.515.3410.0 20




WE SH4
Type Part no. Std. pack
WESH4/35 75.519.0410.0 25
WESH3/35 75.519.0310.0 25

Type

SKNSH/35/F
WAK35/4GN
18 x 3MSN

S
215

-

SKN SH/35

WAK 35/4

Part no. Std. pack

71.980.0153.0
30.494.4210.0
98.291.1000.0

10

10
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Busbar
components

selos

Insulating housing: Polyamide
66/6 - tracking resistant

Clamping body: nickel-plated brass
Wire protection: phosphor bronze
Clamping screws: steel,
zinc-plated and dichromated

| L ! H h B Complete sheet-steel distribution systems in
4mm?| 3569 5x58=29 29 14 20 accordance with [EC 61 984 and VDE 0108 can be
16 mm?| 645 5x105=525 36 14 275 assembled using these components. The widths of
the terminals are chosen so that it is easy to identify
which terminal is allocated to each individual circuit
and so that they match the spacing of the miniature
V A circuit breakers. The PE and N busbar (E-Cu 6 x 6mm)
DIN VDE 0110 500 V/6 kV/3 are attached to the busbar mounting brackets. The
bare supply and distribution board terminals are
pushed onto 6 x 6mm busbars. The PE busbar is
attached to the top connection of the bracket and N
[ i i
Approvals busbar to the bottqm one. The |nsu.|ate terminals for
the phase connections are pushed into the perforated
Type Part no. Std. pack rail from the top. For identifying the individual poles of
Terminal block (up to 10 AWG) KL28/6DSPA 33.011.0653.0 50 the
Terminal block (up to 4 AWG) KL29/6DSPA 33.041.0653.0 20 isolated terminals, marker strips are available in rolls
numbered in sequences from 1 to 99 for AC circuits
and from 101 for DC circuits.
Accessories for N and PE distribution terminals
1. PE and N rail carrier with sliding nut
2. Spacer for separating busbars
3. Slotted mounting rail
4. End clamp, 9mm wide
5. Sliding nut
6. Jumper bar, insulated for KL28 2pole | IVBIK4-2 77.255.0227.0 10
3pole | IVBIK4-3 77.255.0327.0 10
to 6pole | IVBIK4-6 77.255.0627.0 10
7. Marking stip rolls, 60 m each
for KL 28 and terminal blocks 1-99 Distance
between figures: 6 mm 04.007.1080.0 1
for KL 29 and terminal block 1-55 Distance
between figures: 10.8 mm 04.007.3080.0 1
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Part no. Std. pack Type Part no. Std. pack Type Part no. Std. pack
71.990.2030.0 50
05.592.1953.0 100
98.310.0000.0 10
2163 75.522.1923.0 100
05.516.9510.0 100
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Modular N and PE distributor terminals

selos

Bus bar distribution terminals
with plastic cover, screw turret,
screw break point, and marking
ledge.

EN 60998-2-1

Approvals

Distribution terminal 4 mm?
Distribution N terminal 4 mm? Cap: blue
Distribution PE terminal 4 mm?
Distribution terminal 16 mm?
Distribution N terminal 16 mm? Cap: blue
Distribution PE terminal 16 mm?
Distribution terminal 25 mm?
Distribution N terminal 25 mm?  Cap: blue
Distribution PE terminal 25 mm?
Distribution terminal 35 mm?
Distribution N terminal 35 mm?  Cap: blue
Distribution PE terminal 35 mm?
Neutral conductor rail 15x3 mm | =140A

with DIN 85 screws and lock washers
without screws and washers

Distributor with busbar 6 x 6 mm accord. to A802
Accessories

1. Rail carrier base

2. Busbar 6 x 6 mm E-Cu | =140A L=2m
3. Busbar 6 x 6 mm E-Cu | =140A L=1m
4. Busbar 10 x 3 mm E-Cu | =140A L=1m

Marking stip rolls, 60 m each

for KL 29 and terminal blocks 1-55

Distance between figures: 10.8 mm

216

Cap: green-yellow

Cap: green-yellow

Cap: green-yellow

Cap: green-yellow

for KL 28 and terminal blocks 1-99 Distance between figures: 6 mm

Material:
Insulated Housing:
Polyamide 66/6

Metal parts:
Steel, zinc plated
dichromated

]
~B-
| H h M B | H h h1 L M B
4mm?| 236 16 M35 6.0 4 mm?| 26 16 3 12 M35 6,0
16 mm?| 30.8 202 M5 95 16 mm?| 336 20.2 3 12 M5  10.7
25mm?| 415 231 28 16 M6 115
35mm?| 44 252 28 16 M6 143
®@® cCcA/CH ®® ccA/CH
Type Part no. Std. pack Type Part no. Std. pack
WAK4/1 30.494.0010.0 250 WAK4/3 30.494.0110.0 250
WAK4/1 bl 30.494.0010.6 500 WAK4/3 bl 30.494.0110.6 500
WAK4/1 gr-gb 30.494.0010.7 500 WAK4/3 gr-gb 30.494.0110.7 500
WAK16/1 30.494.1010.0 250
WAK16/1 bl 30.494.1010.6 250
WAK16/1 gr-gb 30.494.1010.7 250
WAK25/3 30.494.1110.0 100
WAK?25/3 bl 30.494.1110.6 100
WAK25/3 gr-gb 30.494.1110.7 100
WAK35/3 30.494.2510.0 100
WAK35/3 bl 30.494.2510.6 100
WAK35/3 gr-gb 30.494.2510.7 100
L=1Tm
KS011/1ZKR 19.230.0040.0 65 KSO11/1ZKR 19.230.0040.0 65
98.320.0000.0 1 98.320.0000.0 1
98.325.1000.0 1 98.325.1000.0 1
98.290.0000.0 1
04.007.1080.0 1
04.007.3080.0 1 04.007.1080.0 1
04.007.3080.0 1




Bus Bar: brass

Scres and lock washer:
Steel, zinc plated
dichromated

. E-Cu
i & - {9% b—p-9 | ¢ E Metal parts:
C 1w 4 L steel, galv. zinc-plated
- and dichromated
e — 1000 — - Plastic cap
Polyamide 66/6
measure
in mm
A M
FKK18/2... 9 4
FKK18/3... 114 5
FKK18/1... 20 5
Standard neutral conductor rail screws can be used
to fasten the neutral conductor rail. Cross section of
threaded holes to measure @ 5.3 mm.
Type Part no. Std. pack Type Part no. Std. pack
FFK18/2Z 72.220.0321.0 10
FFK18/3Z 72.220.0421.0 10
FFK18/1Z 72.220.0121.0 10
FFK18/2 02.220.0321.0 1
FFK18/3 02.220.0421.0 10
FFK18/1 02.220.0121.0 1
upon request
KSO11/1ZKR 19.230.0040.0 65 KSO011/1ZKR 19.230.0040.0 65
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Plug-able rail mount terminal
with screw technology

selos 1.

ST 25/5...
fine stranded solid Y A
EN 60 998-2-1/VDE 0613 T2-1 2.5 mm? 2.5 mm? 250 V/4 kV/3 16
UL-ratings No. 22-12 AWG 300V 20
CSA ratings No. 22-14 AWG 300V 16
Wire strip length 5.5 mm
Approvals
Type Part no. Std. pack Material:
Plug-able connector ST 25/5B 93.031.2055.0 50 Insulating housing: fibreglass reinforced Polyamide
. — tracking resistant
Rail mount socket
Plug and socket contact: brass,
Plug-able connector w/locking lever ST 25/5 SV 93.032.2455.0 50 surface treated
Plug-able connector without locking lever ST25/5S 93.032.2055.0 50 Clamping screws: steel, zinc-plated and dichromated
Plug-able connector and rail mount socket Locking device screws: thermoplastic
Accessories The terminal connections have a friction lock to
1. Mounting rail TS 35, DIN rail 7.5mm high L=2m | 35x27x75EN60715  98.300.0000.0 1 prevent the screws from becoming loose as well as
Mounting rail TS 35, DIN rail 1.5mm high L=2m | 35x24x15EN60715  98.360.0000.0 1 wire protection.
Mounting rail TS 32 Grail L=2m | 9006EN 60715 G-32 98.190.0000.0 1 This plug-in connector is available with or without
2. End clamp with U-foot 10 mm wide | WE 1/U 75.523.5753.0 100 locking levers which operate automatically when
End clamp TS 35, with screw 8 mm wide | 9708/2 S35 75.522.8553.0 100 connection is made. The connector can be separated
End clamp TS 32, with screw 75 mm wide | 9708 75.522.7053.0 100 either using a screwdriver held in a verticle or
horizontal position or by hand.
When operating the connector, the interlocking device
acts as a control curve, which separates the two
halves of the connector. The individual parts of the
connector are identified by embossed consecutive
numbers (1 to 5). Each 5 pole block can be identified
using a marking plug.
3. Jumper comb for 5 poles (E-Cu) VB 11/2 07.250.2527.0 50
Mounting bracket for C rail M4 and M6
Mounting base for DIN rail M3 thread
M4 thread
M5 thread
M6 thread
Tear-off coding pieces with 10 coding pieces each
Marking peg (white Polyamide) unmarked BZ12 04.232.0051.0 5000
Marking peg (white Polyamide) marked BZ12B 04.832.0051.0 5000
For marking accessories see pages 178-183
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Compact plug-able connector with
coding capability

selos

Coding diagram for Wieland compact
connector type ST 28/10

s 35;: The plug and socket sections of the compact
Y, Y‘ ‘ a " plug connector each have 8 slots for the coding
[ _E‘-; 1 ‘ ® bar. To do this, a coding piece is inserted in the
- - fen = | @ socket section at the points marked with “B".
(=)
- L2 (5 | ® Likewise, a coding piece is inserted in the plug
- & = * ® section at the points marked “S"”. The best way
- . O = . @ to code the parts is to separate the plug and ]
~z M S i ® socket sections and push the coding bars into Width 11.5 mm TS M 4/M 6-32
= § o = 1 ® the coding slots now facing each other as shown
z o | ;| ® in the diagram.
o | ~ ROE (I ®
o | B (N . ® Then reconnect the socket sections.
' = 1 g
' W8 i T The coding bars are supplied in batched of 10
- Deter - which are connected together to facilitate A PR i
insertion. IS
Mounting options: dis-connected
Panel mount or rail mount
fine stranded solid % A Width 12 mm TSM...535
2.5 mm? 400 V/6kV/3 16
No. 22-12 AWG 300V 20
No. 22-14 AWG 300V 16
5.5 mm Coding:
AN @DE S voers
Type Part no. Std. pack 1. configuration Type Part no. Std. pack
ST 28/10B 93.001.1055.0 10 2. configuration
ST 28/10'S 93.002.1055.0 10 3. configuration
4. configuration
5. configuration
ST 28/10 BS 93.003.1065.0 10 6. configuration
7. configuration
8. configuration
35x27x75ENB0715  98.300.0000.0 1 9. configuration
35x24x 15EN60715  98.360.0000.0 1 10. configuration
11. configuration
WE 1/U 75.523.5753.0 100 12. configuration
75.522.8553.0 13. configuration
14. configuration
etc.
TS M 4/M 6-32 69.332.0000.0 100
TSM3S35 69.335.0253.0 100
TSM4S35 69.335.0453.0 100
TSM5S35 69.335.0553.0 100
TSM6 S 35 69.335.0653.0 100
05.594.5153.0 100
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Modular panel mount terminals
with solder/push-on connectors

selos

number of
"the clamp x 67
o~y
To‘
o !
o~
1
15
03

EN 60 947-7-1/DIN VDE 0611 T1
UL-ratings

CSA ratings

Width

Approvals

Wire strip length

Panel mount terminal
Panel mount terminal
- Color: blue -

For marking systems see pages 178-183 and 250-251
220

without partition
for EEx i installations

Solder tab connector 2.8 x 0.8 mm for push-on
connector B 2.8 x 1 accord. to DIN 46247 BI. 1

fine stranded solid V A
0.5-25mm? 0.5-2.5mm? 400 V/4kV/3 10
No. 22-12 AWG 150 V 20
No. 22-14 AWG 300V 10
6 mm 8 mm
A @

Type Part no. Std. pack

9290 S 59.900.2552.0 200

Solder tab connector 2.8 x 0.8 mm for push-on
connector B 2.8 x 1 accord. to DIN 46247 BI. 1

fine stranded solid V A
0.5-25mm? 0.5-2.5mm? 400 V/4 kV/3 10
No. 22-12 AWG 150 V 20
6 mm 8 mm
NS

Type Part no. Std. pack

9290 L 59.900.2052.0 200

9290 L BLAU 59.900.2053.6 200
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IDC DIN rail terminal blocks,
type WKC

taris

IDC connection for:

Standard DIN rail terminal blocks
Duo terminal blocks

Multi-tier terminal blocks
Disconnect blocks

taris connects copper wires easily, fast and safely
taris for TS 35

® no wire stripping, no ferrules

® no special tools - a screwdriver is all you need
m 60 % time savings = reduced costs

m |ow packing density (6 mm wide)

m optical control of the switching state

® cross sections up to 1.0 mm?2 and 2.5 mm?

All Wieland Components which require C€ general certification are
C€ certified, and identified with the C€ logo.



IDC DIN rail terminal blocks

type WKC



IDC DIN rail terminal
blocks, type WKC

taris

Feed-through
blocks

Neutral
feed-through blocks

Ground blocks

Feed through blocks

Ground blocks

Il

|

Double-tier blocks

as function blocks,
possible diode switches
upon request

HHHHHH

224



taris

Feed-through blocks

Neutral
feed-through blocks

Ground blocks

Feed-through blocks

Neutral
feed-through blocks

Ground blocks

Duo DIN rail terminal blocks

Knife edge disconnect
blocks

Disconnect blocks with
fuse plug

Disconnect blocks with
diode plug
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IDC DIN rail terminal blocks
type WKC

taris
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taris technology

0 Wieland's taris (WKC) Series represents the industry’s most comprehensive line of
advanced IDC (insulation displacement contact) technology terminal blocks. The
superior design of the taris IDC contact system reduces wiring installation time and
labor, expecially in high volume wiring applications. taris IDC terminal blocks are
suitable for applications in automated equipment and machine tools, packaging and
material handling machinery, railway/mass transit sytems, petrochemical, and any
applications requiring high-volume interconnects for low-voltage control and signal
cicuitry where labor cost reduction and ease of assembly is a goal.

taris features

0 The industry’s narrowest blocks at just
5 mm and 6 mm wide

O Operates with a standard screwdriver
O Dual jumpering slots
O Built-In test points

0 Contact design moves the clamp to
engage the wire

0 Top-entry system puts the wire entry
and the screwdriver access in the same
plane

O Tin-plated copper alloy contact material

0 UL 94-VO non-flammability rating on
the polyamide 66/6 insulation material

O taris is designed for long-term use
under demanding conditions

benefits ....

— uses less space in the cabinet
— No special tools required

— Flexibility in commoning potentials of
adjacent blocks

— Provide true measurement reading
without removing wires

— Ensures secure, gas-tight and vibration-
resistant connection even when the
wire length is maxed out

— Easy circuit identification and trouble-
shooting

Corrosion resistant connection

l

I

Increased safety

!

Easy installation even in confined
spaces

WKC series terminal block versions
0 Feed-through

O Ground

O Disconnect

O Fuse

0 Arc suppression

O Reverse polarity protection
0 1-in, 2-out feed-through

0 1-in, 2-out ground

0 Double-tier feed-through

O Double-tier ground

0 Voltage indication



Test plug

O All taris IDC DIN rail terminal blocks
feature built in test points so that
measuring values can be taken without
removing the wire.

O Entry guides on each side of the blocks
permit measuring with standard 2.3 mm
test probes and test plugs for easy
maintenance and trouble-shooting

Cross connection

0 IVB WKF insulated cross connectors offer
complete protection from shock-hazard
per EN 60352-3/4 and EN 60947-7-1.

O Partition plates between neighboring cross
connections are not necessary to meet
creepage requirements.

0 IVB WKF cross connecotrs bear the same
rated current as the terminal block

Marking facilities

O single marking tags

0 Snap=0n marking strips
O Tear-off marking stripsl
O Custom marking options

ADC warning cover

O taris offers a Sanp-On cover with the ADC
warning symbol to prevent tampering of
blocks which remain live after the system
is switched off. A tool is required to
remoce the cover for added safety.

DQS certificates for all products

O Quality standard as per DIN ISO 9001
in Development, Production, Assembly

0 Continued control of the quality standard
by means of regular internal and external
quality audits

0 Compatible with certificates of other
countries:

— BSI Certificate, Great Britain

SQS Certificate, Switzerland

Aib-Vincotte Certificate, Belgium

0OQS Certificate, Austria

taris material

O taris utilizes special alloys and surfa
treatments to provide low contact
resistance and a high degree of
protection from corrosion. taris
material composition makes it suita
for use under extreme conditions
and guarantees a long-term stable
connection.

taris metal compositions

0 clamping body and current bar
constructed of tin-plated copper

ce

ble

0 ground foot is contructed of tin-plated

brass

taris insulating housing compositio

ns

0 housings are constructed of polyamide

6.6 for its excellent mechanical,
electrical and chemical properties

0 UL 94-VO non-flammability rating, the

best in the industry
(see also section facts & DATA)

Our wieplan software helps to plan your

DIN rail terminal block assemblies
(see page 10/11).

Note

The information regarding cross-
sectional areas and connection types
pertains to wires without ferrules.

Ferrules are not neccessary for secure

connection.

The voltage ratings apply to the
terminals in their intended application.
When different products are mounted
adjacent to each other, the proper

isolation distances must be adhered to.
For this purpose, Wieland offers a large

selection of appropiate accessories.

A detailed description of technical data,

the standards requirements, and the
application conditions can be found in
catalog section facts & DATA.
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Concept

taris

taris

With the addition of taris IDC terminal blocks, Wieland now offers
the broadest range of screw clamp, spring clamp. and IDC
technology, to provide the best possible connection for any control
cabinet application. At just 5Bmm and 6mm wide, the taris series
includes the industry’s narrowest IDC block capable of accepting
14 AWG. Like other Wieland products, taris is designed with
superior function and quality in mind, thereby offering the most
features and benefits of any terminal block on the market. To lower
production costs or reduce installation and maintenance time,
Wieland's taris WKC series terminal blocks offer the connection
technology you need.

The 2-second connection

Terminating copper wires is easy, fast and safe with taris.

e Easy - Cut the wire to length and insert into the wire entry guide.
Move the clamping body into the wire by inserting and
levering a standard flat screwdriver

e Fast—  There is no prep time with taris - no wire stripping and
no ferruling. taris reduces installation time by as much
as 60%.

e Safe—- the wire does not move during the operation - no risk of

losing the wires. No live parts are able to be touched due
to the design of the insulating housing. Jumpers are
isulated as well.

taris makes disconnecting wires just as easy, fast and safe.

e |tis possible to re-use spliced wires with taris by cutting the end of
the wire before each new/re-termination

e After connecting a larger wire, a smaller diameter wire can be
connected to the same contact.

A color-coded screwdriver guide indicates the rated cross section of the
terminal block:

e \WKC1 30-18 AWG red indicator
e \WKC 2.5 18-14 AWG blue indicator

Wire specifications

taris terminates solid or fine stranded copper wires with AWG between
24 and 14 with two size of terminal blocks.

WKC ...1 : copper wire between AWG 24-18; 5mm wide terminal block
WKC ...2,5: copper wire between AWG 18-14; 6mm wide terminal block

Standard control wire with PVC- and PE- insulation can be terminated

Wire with other insulation material can also be terminated, please consult
Wieland for recommendation

For fine stranded copper wires, the wire diameter must be a minimum of
0.2mm. the composition of conductors is based on DIN VDE 0295

K1, 1-6.
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Wire connection

Insert the wire into the clamping body through the wire entry guide.Insert a
flat screwdriver into the colored screwdriver guide and push the screwdriver
forward to move the clamping body into the wire. This action cuts into the
insulation of the wire at two defined points with proper contact and no
damage to the copper wire. The result is a gas tight, vibration and corrosion
resistant contact.

:‘/ ~
\i{;

For variuos application requirements, taris offers a variety of terminal blocks
in two different ranges of AWG cross sections. Both cross sections have the
same contour outside for a clean symmetrical look along the DIN rail.

The taris series

Standard terminals

e DIN rail terminal blocks as feed-through and ground blocks with one
termination point on each side of the terminal block

e DIN rail terminal blocks with two jumpering slots provide flexibility in
commoning potentials

e DIN rail terminal blocks with marking facilities on every termination point

e DIN rail terminal blocks with test points for test probes on every
termination point

Duo terminals

e Duo DIN rail terminal blocks with more than two termination points for one
potential

e Duo DIN rail terminal blocks as feed-through and ground blocks in D 1/2
and D2/2 version

® Duo DIN rail terminal blocks D 1/2 can be jumpered with the standard DIN
rail terminal blocks

Disconnect terminals

e as knife edge disconnect blocks or disconnect blocks for diode or fuse

plugs
e can be jumpered with standard or Duo 1/2 DIN rail terminals.

Double-deck rail terminals

e double-tier blocks with same contour as Duo 2/2 blocks.
e double-tier blocks as function block for diode switchings

Accessories

e taris utilizes Wieland's standard marking system

e taris utilizes the same insulated cross connectors as Wieland's WKF series
spring clamp connection technology for potential commoning.

e For more complex connections, taris uses the disconnect block with fuse
plug SIST or diode plug DIST for WK or WKF series.

e For visual separation of termainl block groups, taris offers partitions and end
plates, which also maintain shock-hazard protection.

e taris features built-in test points which accomodate Wieland test plugs or test
probes from standaed meters for way maintenance and trouble-shooting.
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IDC DIN rail terminal blocks,

type WKC

taris
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taris sample rail

Pos. Description

1

© 0o N oo o B~ w N

N
N o o AW N = O

18
19
20
21
22

23
24
25

Feed-through block
Feed-through block, blue
Ground block

Feed-through block
Feed-through block, blue
Ground block

Duo feed-through block
Duo feed-through block
Disconnect block
Disconnect block

Knife edge disconnect block
Knife edge disconnect block
Duo feed-through block
Double-tier block
Duo-ground block
Duo-feed-through block

Double-tier block

End plate

Partition plate

Cover with warning symbol
Jumper bar, insulated

Fuse plug (G 5x20)

Mounting rail
End clamp

Marking strips

Type

WKC 1/35

WKC 1/35 BLAU
WKC 1 SL/35
WKC 2,5/35

WKC 2,5/35 BLAU
WKC 2,5 SL/35
WKC 1 D1/2/35
WKC 2,5 D1/2/35
WKC 2,5 TKG/35
WKC 1 TKG/35
WKC 2,5 TKM/35
WKC 1 TKM/35
WKC 1 D2/2/35
WKC 1 E/35

WKC 2,5 D2/2/SL/35
WKC 2,5 D2/2/35
WKC 2,5 E/35

APC 1-2,56 D2 /E.
TWC 1-2,5 D2./E.
ADC 2,5 GELB
IVB WKF 4-2
SIST

3bx27x7,5 EN 60715
9708/2 S35
9705 A/5/10 B

Part no.

56.301.0053.0
56.301.0053.6
56.301.9053.0
56.303.0053.0
56.303.0053.6
56.303.9053.0
56.301.5053.0
56.303.5053.0
56.303.4053.0
56.301.4053.0
56.303.2053.0
56.301.2053.0
56.301.5153.0
56.301.7053.0
56.303.9153.0
56.303.5153.0
56.303.7053.0

07.312.56453.0
07.312.565563.0
04.344.0353.8
77.261.1227.0
71.299.4053.0

98.300.0000.0
75.522.8553.0
04.842.5053.0

8
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IDC feed-through blocks,

type WKC

taris

EN 60 947-7-1
UL ratings
CSA ratings
Width

Rated cross section

515

&7

Approvals

Feed-through block
Feed-through block

Accessories
1. Mounting rail 35, 7.5 mm high
Mounting rail 35, 15 mm high
2. End clamp for TS 35
End clamp for TS 35, screwless
3. End plate

4. Partition plate

5. Jumper bar,
insulated

6. Cover w. warning symbol over 4 blocks
7. Test plug
8. Screw driver, uninsulated

*Available up to 20 pole
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Color: gray
Color: blue

L=2m
L=2m

8 mm wide
8 mm wide
Color: gray
Color: blue
Color: green
Color: gray
Color: blue
2pole
3pole
4pole
Bpole
6pole
7pole
8pole
9pole
10pole*

Marking accessories also see page 178-179 and 250-251

WKC 1/35

fine stranded  solid V A
02-1mm? 0.2-1mm? 800V/8kV/3 13.56
No. 30-18 AWG 600 V 13
No. 24-18 AWG 600 V 13
5 mm 1 mm?
Type Part no. Std. pack

WKC 1/35 56.301.0053.0 100

WKC 1/35 BLAU 56.301.0053.6 100

35x27 x7,5EN 60715
35x 24 x 15 EN 60715

98.300.0000.0 1
98.360.0000.0 1

9708/2 S 35 75.5622.8553.0 100
WEF 1/35 75.523.9353.0 100
APC1-2,5 07.312.5053.0 10
APC 1-2,5 BLAU 07.312.5053.6 10
TWC 1-2,5 07.312.5163.0 10
TWC 1-2,5 BLAU 07.312.561563.6 10
IVB WKF 2,5-2 77.280.6227.0 10
IVB WKF 2,5-3 77.280.6327.0 10
|VB WKF 2,5-4 77.280.6427.0 10
IVB WKF 2,5-5 77.280.6527.0 10
IVB WKF 2,5-6 77.280.6627.0 10
IVB WKF 2,5-7 77.280.6727.0 20
IVB WKF 2,5-8 77.280.6827.0 20
IVB WKF 2,5-9 77.280.6927.0 20
IVB WKF 2,5-10 77.280.7027.0 20
ADC 1 GELB 04.344.0153.8 10
WK258T2/23 75.663.2921.0 10

DIN5264B06x35

* CL1, ZN1, AExe Il
**CL 1, ZN1, Exe ll

06.502.4000.0 5

WKC 2.5/35

fine stranded  solid V A
1-25mm?2 1-25mm? 800V/8kV/3 24
No. 18-14 AWG 600 V 22
No. 16-14 AWG 600V 20
6 mm 2.5 mm?
N * q * %

Type Part no. Std. pack

WKC 2,5/35 56.303.0053.0 100

WKC 2,5/35 BLAU 56.303.0053.6 100
35x27x7,5EN 60715 98.300.0000.0 1

35x24 x 15 EN 60715 98.360.0000.0 1

9708/2 S 35 75.522.8553.0 100

WEF 1/35 75.523.9353.0 100

APC 1-2,5 07.312.5053.0 10

APC 1-2,5 BLAU 07.312.5053.6 10

TWC 1-2,5 07.312.5153.0 10

TWC 1-2,5 BLAU 07.312.5153.6 10

|VB WKF 4-2 77.261.1227.0 10

IVB WKF 4-3 Z77.261.1327.0 10

VB WKF 4-4 77.261.1427.0 10

IVB WKF 4-5 77.261.1527.0 10

IVB WKF 4-6 77.261.1627.0 10

IVB WKF 4-7 Z77.261.1727.0 20

IVB WKF 4-8 Z77.261.1827.0 20

IVB WKF 4-9 77.261.1927.0 20

IVB WKF 4-10 77.261.2027.0 20

ADC 2,5 GELB 04.344.0353.8 10

WK 2,5S8T2/2,3 75.553.2921.0 10

DIN 5264 B 0,6 x 3,5 06.502.4000.0 5

* CL 1, ZN1, AExe Il
**CL 1, ZN1, Exe ll




IDC ground blocks,
type WKC

EN 60 947-7-2
UL ratings
CSA ratings
Width
Approvals

Rated cross section

Ground block Color: green/yellow
Accessories
1. Mounting rail 35, 7.5 mm high
Mounting rail 35, 15 mm high
2. End clamp for TS 35
End clamp for TS 35, screwless
3. End plate

L=2m
L=2m
8 mm wide
8 mm wide
Color: gray
Color: blue
Color: green
4. Partition plate Color: gray
Color: blue
5. Jumper bar, 2pole
insulated 3pole
4pole
5pole
6pole
7pole
8pole
9pole
10pole
6. Cover w. warning symbol over 4 blocks
7. Test plug

8. Screw driver, unisoliert

67

WKC 1 SL/35

fine stranded

0.2-1mm?
No. 30-18 AWG
No. 24-18 AWG
5 mm

N *@ * %
Type

WKC 1 SL/35

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9708/2 S 35

WEF 1/35

APC 1-2,5 GRUN

ADC 1 GELB
WK 2,5ST2/2,3
DIN5264B06x35

* CL1, ZN1, AExe Il

**CL 1, ZN1, Exe ll

solid

0.2 -1 mm?

\Y A

800V/8kV/3
600 V

13.6

1 mm?2

Part no. Std. pack

56.301.9053.0 100

98.300.0000.0 1
98.360.0000.0 1
75.5622.8553.0 100
75.523.9353.0 100

07.312.5053.7 10

04.344.0163.8 10
75.5663.2921.0 10
06.502.4000.0 5

WKC 2,5 SL/35

fine stranded  solid

1-25mm?2 1-25mm?
No. 18-14 AWG

No. 16-14 AWG

6 mm

N *@R **

Type Part no.

WKC 2,5 SL/35

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9708/2 S 35

WEF 1/35

APC 1-2,5 GRUN

ADC 2,5 GELB
WK 2,58T2/2,3
DIN5264B06x35

* CL1, ZN1, AExe Il
**CL 1, ZN1, Exe ll

\Y

A

800V/8kV/3 24

600 V

Std.

56.303.9053.0

98.300.0000.0
98.360.0000.0
75.522.8553.0
75.523.9353.0

07.312.5053.7

04.344.0353.8
75.5653.2921.0
06.502.4000.0

pack

100

100

100

10

10
10
5

2.5 mm?
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IDC duo feed-through blocks,

type WKC

taris

EN 60 947-7-1
UL ratings
CSA ratings
Width Rated cross section
Approvals
Duo feed-through block Color: gray
Duo feed-through block Color: blue
Accessories
1. Mounting rail 35, 7.5 mm high L=2m
Mounting rail 35, 15 mm high L=2m
2. End clamp for TS 35 8 mm wide
End clamp for TS 35, screwless 8 mm wide
3. End plate Color: gray
Color: blue
Color: green
4. Partition plate Color: gray
Color: blue
5. Jumper bar, 2pole
insulated 3pole
4pole
Bpole
6pole
7pole
8pole
9pole
10pole
6. Cover w. warning symbol over 4 blocks
7. Test plug
8. Screw driver, uninsulated
10. Marking accessories

234
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WKC 1 D1/2/35

fine stranded  solid V
02-1mm? 0.2-1mm? 800V/8kV/3
No. 30-18 AWG 600V
No. 24-18 AWG 600V

5 mm

N *@ * %

Type Part no. Std. pack

WKC 1 D1/2/35
WKC 1D1/2/35 BLAU

35x27 x7,5EN 60715
35x 24 x 15 EN 60715

9708/2 S 35

WEF 1/35

APC 1-2,5D1./TK.

APC 1-2,5 D1./TK BLAU

TWC 1-25D1.
TWC 1-2,5 D1. BLAU
IVB WKF 2,5-2

IVB WKF 2,5-3

|VB WKF 2,5-4

IVB WKF 2,5-5

IVB WKF 2,5-6

IVB WKF 2,5-7

IVB WKF 2,5-8

IVB WKF 2,5-9

IVB WKF 2,5-10
ADC 1 GELB
WK258T2/23
DIN5264B06x35

also see page 250/251

* CL1, ZN1, AExe Il
**CL 1, ZN1, Exe ll

56.301.5053.0 50
56.301.5053.6 50

98.300.0000.0 1
98.360.0000.0 1
75.5622.8553.0 100
75.523.9353.0 100
07.312.6253.0 10
07.312.5253.6 10

07.312.56353.0 10
07.312.6353.6 10
77.280.6227.0 10
77.280.6327.0 10
77.280.6427.0 10
77.280.6527.0 10
77.280.6627.0 10
77.280.6727.0 20
77.280.6827.0 20
77.280.6927.0 20
77.280.7027.0 20
04.344.01563.8 10
75.653.2921.0 10
06.502.4000.0 5

A

1356
13

13

1 mm?

WKC 2.5 D1/2/35

fine stranded  solid V A
1-25mm?2 1-25mm? 800V/8kV/3 24
No. 18-14 AWG 600 V 22
No. 16-14 AWG 600V 20
6 mm 2.5 mm?
N -x-@ * %

Type Part no. Std. pack

WKC 2,5 D1/2/35 56.303.5053.0 50

WKC 2,5D1/2/35BLAU  56.303.5053.6 50
35x27x7,5EN 60715 98.300.0000.0 1

35x24 x 15EN 60715 98.360.0000.0 1

9708/2 S 35 75.522.8553.0 100

WEF 1/35 75.523.9353.0 100

APC 1-2,5 D1./TK. 07.312.5253.0 10

APC 1-25D1./TKBLAU ~ 07.312.5253.6 10

TWC 1-2,5D1. 07.312.5353.0 10

TWC 1-2,5 D1. BLAU 07.312.5353.6 10

VB WKF 4-2 77.261.1227.0 10

IVB WKF 4-3 Z77.261.1327.0 10

IVB WKF 4-4 77.261.1427.0 10

IVB WKF 4-5 77.261.1527.0 10

IVB WKF 4-6 77.261.1627.0 10

IVB WKF 4-7 Z77.261.1727.0 20

IVB WKF 4-8 77.261.1827.0 20

IVB WKF 4-9 77.261.1927.0 20

IVB WKF 4-10 77.261.2027.0 20

ADC 2,5 GELB 04.344.0353.8 10

WK 2,5S8T2/2,3 75.553.2921.0 10

DIN 5264 B 0,6 x 3,5 06.502.4000.0 5

9705 A/5/10 04.242.5053.0 25

* CL1, ZN1, AExe Il
**CL 1, ZN1, Exe ll




IDC duo ground blocks,
type WKC

WKC 1 D1/2/SL/35 WKC 2.5 D1/2/SL/35
fine stranded  solid V A fine stranded solid V A
EN 60 947-7-2 02-1Tmm? 02-1mm? 800V/8kV/3 135 1-25mm? 1-25mm? 800V/8kV/3 24
UL ratings No. 30-18 AWG 600V 13 No. 18-14 AWG 600V 22
CSA ratings No. 24-18 AWG No. 16-14 AWG
Width Rated cross section 5mm Tmm?2  6mm 2.5 mm?
Approvals A @ < A @ -
Type Part no. Std. pack Type Part no. Std. pack
Duo ground block Color: green/yellow | WKC 1D1/2/SL/35 56.301.9353.0 50 WKC 2,5 D1/2/SL/35 56.303.9353.0 50
Accessories
1. Mounting rail 35, 7.5 mm high L=2m | 35x27x75EN60715  98.300.0000.0 1 35x27x75EN60715  98.300.0000.0 1
Mounting rail 35, 15 mm high L=2m | 35x24x15EN60715 98.360.0000.0 1 35x 24 x 15 EN 60715 98.360.0000.0 1
2. End clamp for TS 35 8 mm wide | 9708/2 S 35 75.522.8553.0 100 9708/2 S 35 75.522.8553.0 100
End clamp for TS 35, screwless 8 mm wide | WEF1/35 75.523.9353.0 100 WEF 1/35 75.523.9353.0 100
3. End plate Color: gray
Color: blue
Color: green | APC1-2,5D1/TKGRUN  07.312.5253.7 10 APC1-25D1/TKGRUN  07.312.5253.7 10
4. Partition plate Color: gray
Color: blue
5. Jumper bar, 2pole
insulated 3pole
4pole
5pole
6pole
7pole
8pole
9pole
10pole
6. Cover w. warning symbol over 4 blocks ADC 1 GELB 04.344.0153.8 10 ADC 2,5 GELB 04.344.0353.8 10
7. Test plug WK258T2/2,3 75.553.2921.0 10 WK 2,5S8T2/2,3 75.5653.2921.0 10
8. Screw driver, uninsulated DIN 5264 B 0,6 x 3,5 06.502.4000.0 5 DIN 5264 B 0,6 x 3,5 06.502.4000.0 5
10. Marking accessories also see page 250/251 9705 A/5/10 04.242.5053.0 25
* CLI, ZN1, AExe Il * CL I, ZN1, AExe Il
**CL I, ZN1, Exe Il **CL I, ZN1, Exe Il

235



IDC duo feed-through blocks,
type WKC

taris

197 ner

WKC 1 D2/2/35 WKC 2.5 D2/2/35

fine stranded  solid V A fine stranded solid V A
EN 60 947-7-1 02-1Tmm? 02-1mm? 500V/6kV/3 135 1-25mm? 1-25mm? 500V/6kV/3 24
UL ratings No. 30-18 AWG 600V 13 No. 18-14 AWG 600 V 22
CSA ratings No. 24-18 AWG 300/600 V* 13 No. 16-14 AWG 360/600 V* 20
Width Rated cross section 5mm Tmm?2  6mm 2.5 mm?
Approvals A @ < A @
Type Part no. Std. pack Type Part no. Std. pack
Duo feed-through block Color: gray | WKC1D2/2/35 56.301.5153.0 50 WKC 2,5 D2/2/35 56.303.5153.0 50
Duo feed-through block Color: blue WKC 1 D2/2/35 BLAU 56.301.5153.6 50 WKC 2,5D2/2/35BLAU  56.303.5153.6 50
Accessories
1. Mounting rail 35, 7.5 mm high L=2m 35x 27 x7,5EN 60715 98.300.0000.0 1 35x 27 x7,5EN 60715 98.300.0000.0 1
Mounting rail 35, 15 mm high L=2m 35x 24 x 15 EN 60715 98.360.0000.0 1 35x24 x 15 EN 60715 98.360.0000.0 1
2. End clamp for TS 35 8 mm wide 9708/2 S 35 75.522.8553.0 100 9708/2 S 35 75.522.8553.0 100
End clamp for TS 35, screwless 8 mm wide | WEF1/35 75.523.9353.0 100 WEF 1/35 75.523.9353.0 100
3. End plate Color: gray APC 1-2,5D2./E. 07.312.5453.0 10 APC1-2,5D2./E. 07.312.5453.0 10
Color: blue APC 1-2,5 D2./E. BLAU 07.312.5453.6 10 APC1-2,5D2./E. BLAU 07.312.5453.6 10
Color: green
4. Partition plate Color: gray | TWC 1-2,5D2./E. 07.312.5553.0 10 TWC 1-2,5D2./E. 07.312.5553.0 10
Color: blue TWC1-25D2/E.BLAU  07.312.5553.6 10 TWC1-25D2/E.BLAU  07.312.5553.6 10
5. Cross connector, 2pole IVB WKF 2,5-2 77.280.6227.0 10 IVB WKF 4-2 77.261.1227.0 10
insulated 3pole IVB WKF 2,5-3 77.280.6327.0 10 IVB WKF 4-3 77.261.1327.0 10
4pole IVB WKF 2,5-4 77.280.6427.0 10 IVB WKF 4-4 77.261.1427.0 10
5pole IVB WKF 2,5-5 77.280.6527.0 10 IVB WKF 4-5 77.261.15627.0 10
6pole IVB WKF 2,5-6 77.280.6627.0 10 IVB WKF 4-6 77.261.1627.0 10
7pole IVB WKF 2,5-7 77.280.6727.0 20 IVB WKF 4-7 77.261.1727.0 20
8pole IVB WKF 2,5-8 77.280.6827.0 20 IVB WKF 4-8 77.261.1827.0 20
9pole IVB WKF 2,5-9 77.280.6927.0 20 IVB WKF 4-9 77.261.1927.0 20
10pole IVB WKF 2,5-10 77.280.7027.0 20 IVB WKF 4-10 77.261.2027.0 20
6. Cover w. warning symbol over 4 blocks ADC 1 GELB 04.344.0153.8 10 ADC 2,5 GELB 04.344.0353.8 10
7. Test plug WK 2,58T2/2,3 75.5653.2921.0 10 WK 2,5S8T2/2,3 75.553.2921.0 10
8. Screw driver, uninsulated DIN 5264 B 0,6 x 3,5 06.502.4000.0 5 DIN 5264 B 0,6 x 3,5 06.502.4000.0 5
*300 V for use group C *300 V for use group C
600 V for use group D, E *600 V for use group D, E
* CLI, ZN1, AExe Il * CLI, ZN1, AExe Il
Marking accessories also see page 178-179 and 250-251| **CL I, ZN1, Exe |l **CL 1, ZN1, Exe Il
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IDC duo ground blocks,

type WKC

EN 60 947-7-2
UL ratings
CSA ratings
Width
Approvals

Duo ground block

Accessories
1. Mounting rail 35, 7.5 mm high
Mounting rail 35, 15 mm high
2. End clamp for TS 35
End clamp for TS 35, screwless
3. End plate

4. Partition plate

5. Jumper bar,
insulated

7. Test plug
8. Screw driver, uninsulated

6. Cover w. warning symbol over 4 blocks

Rated cross section

Color: green/yellow

L=2m
L=2m

8 mm wide
8 mm wide
Color: gray
Color: blue
Color: green
Color: gray
Color: blue
2pole
3pole
4pole
5pole
6pole
7pole
8pole
9pole
10pole

"9

WKC 1 D2/2/SL/35

fine stranded  solid Vv A
02-1mm? 0.2-1mm? 500V/6kV/3 13.5
No. 30-18 AWG 600V

No. 24-18 AWG

5 mm 1 mm?2
N *@ * %

Type Part no. Std. pack

WKC 1 D2/2/SL/35

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9708/2 S 35

WEF 1/35

APC 1-2,5 D2./E. GRUN

ADC 1 GELB
WK 2,5ST2/2,3
DIN5264B06x35

* CL1, ZN1, AExe Il

**CL 1, ZN1, Exe ll

56.301.9153.0 50

98.300.0000.0 1
98.360.0000.0 1
75.5622.8553.0 100
75.523.9353.0 100

07.312.54563.7 10

04.344.0163.8 10
75.5663.2921.0 10
06.502.4000.0 5

"9

79.5

WKC 2,5 D2/2/SL/35

fine stranded  solid V A
1-25mm?2 1-25mm? 500V/6kV/3 24
No. 18-14 AWG 600V

No. 16-14 AWG

6 mm 2.5 mm?
N *@ **

Type Part no. Std. pack

WKC 2,5 D2/2/SL/35 56.303.9153.0 50

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9708/2 S 35

WEF 1/35

APC 1-2,5 D2./E. GRUN

ADC 2,5 GELB
WK 2,58T2/2,3
DIN5264B06x35

* CL1, ZN1, AExe Il
**CL 1, ZN1, Exe ll

98.300.0000.0 1
98.360.0000.0 1
75.5622.8553.0 100
75.5623.9353.0 100

07.312.5453.7 10

04.344.0353.8 10
75.653.2921.0 10
06.502.4000.0 5
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IDC double-tier blocks,
type WKC

taris

EN 60 947-7-1
UL ratings
CSA ratings
Width Rated cross section
Approvals
Double-tier block Color: gray
Double-tier block Color: blue
Accessories
1. Mounting rail 35, 7.5 mm high L=2m
Mounting rail 35, 15 mm high L=2m
2. End clamp for TS 35 8 mm wide
End clamp for TS 35, screwless 8 mm wide
3. End plate Color: gray
Color: blue
Color: green
4. Partition plate Color: gray
Color: blue
5. Jumper bar, 2pole
insulated 3pole
4pole
Bpole
6pole
7pole
8pole
9pole
10pole

6. Cover w. warning symbol over 4 blocks
7. Test plug
8. Screw driver, uninsulated

Marking accessories also see page 178-179 and 250-251
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WKC 1 E/35

fine stranded  solid V
02-1mm? 0.2-1mm? 500V/6kV/3
No. 30-18 AWG 600V
No. 24-18 AWG 300/600 V**
5 mm

N *@ * %

Type Part no. Std. pack
WKC 1 E/35 56.301.7053.0 50
WKC 1 E/35 56.301.7053.6

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9708/2 S 35

WEF 1/35

APC 1-2,5D2./E.

APC 1-2,5 D2./E. BLAU

TWC 1-2,5 D2./E.
TWC 1-2,5 D2./E. BLAU
IVB WKF 2,5-2

IVB WKF 2,5-3

|VB WKF 2,5-4

IVB WKF 2,5-5

IVB WKF 2,5-6

IVB WKF 2,5-7

IVB WKF 2,5-8

IVB WKF 2,5-9

IVB WKF 2,5-10
ADC 1 GELB

WK 2,5ST2/2,3
DIN5264B06x35

197

98.300.0000.0 1
98.360.0000.0 1
75.5622.8553.0 100
75.523.9353.0 100
07.312.5453.0 10
07.312.5453.6 10

07.312.6553.0 10
07.312.6553.6 10
77.280.6227.0 10
77.280.6327.0 10
77.280.6427.0 10
77.280.6527.0 10
77.280.6627.0 10
77.280.6727.0 20
77.280.6827.0 20
77.280.6927.0 20
77.280.7027.0 20
04.344.01563.8 10
75.653.2921.0 10
06.502.4000.0 5

**300 V for use group C
600 V for use group D, E

* CL1, ZN1, AExe Il
**CL 1, ZN1, Exe ll

A

1356
13

13

1 mm?

WKC 2.5 E/35

fine stranded

1-2.5mm?
No. 18-14 AWG
No. 16-14 AWG
6 mm

N *@ * %
Type

WKC 2,5 E/35

WKC 2,5 E/35

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9708/2 S 35

WEF 1/35
APC1-2,5D2./E.

APC 1-2,5D2./E. BLAU

TWC 1-2,5 D2./E.
TWC 1-2,5 D2./E. BLAU
IVB WKF 4-2

IVB WKF 4-3

IVB WKF 4-4

IVB WKF 4-5

IVB WKF 4-6

IVB WKF 4-7

IVB WKF 4-8

IVB WKF 4-9

IVB WKF 4-10

ADC 2,5 GELB

WK 2,5ST2/2,3
DIN5264B06x35

solid

1-2.5mm?

Part no.

79.5

V A
500 V/6 kV/3 24
600 V 22
300/600 V** 20
2.5 mm?

Std. pack

56.303.7053.0 50
56.303.7053.6

98.300.0000.0 1
98.360.0000.0 1
75.5622.8653.0 100
75.523.9353.0 100
07.312.5453.0 10
07.312.5453.6 10

07.312.6553.0 10
07.312.6553.6 10

77.261.
77.261.
77.261.
77.261.
77.261.
77.261.
77.261.
77.261.
77.261.

1227.0 10
1327.0 10
1427.0 10
1527.0 10
1627.0 10
1727.0 20
1827.0 20
1927.0 20
2027.0 20

04.344.0353.8 10
75.653.2921.0 10
06.502.4000.0 5

**300 V for use group C
600 V for use group D, E

* CL1, ZN1, AExe Il
**CL 1, ZN1, Exe Il




IDC function blocks,
type WKC

EN 60 947-7-1
UL ratings
CSA ratings
Width
Approvals

Rated cross section

Double-tier block Color: red

Color: orange

Accessories
1. Mounting rail 35, 7.5 mm high
Mounting rail 35, 15 mm high
2. End clamp for TS 35
End clamp for TS 35, screwless
3. End plate

L=2m
L=2m
8 mm wide
8 mm wide
Color: gray
Color: blue
Color: green
4. Partition plate Color: gray
Color: blue
5. Jumper bar, 2pole
insulated 3pole
4pole
5pole
6pole
7pole
8pole
9pole
10pole
6. Cover w. warning symbol over 4 blocks
7. Test plug

8. Screw driver, uninsulated

WKC 2,5 E/35...

fine stranded  solid V
1-25mm?  1-25mm?

No. 18-14 AWG

No. 16-14 AWG

6 mm

Type Part no. Std. pack
WKC 2,5 E/35... 56.303.xx53.5

WKC 2,5 E/35... 56.303.xx53.9
35x27 x7,5EN 60715 98.300.0000.0 1
35x24 x 15EN 60715 98.360.0000.0 1
9708/2 S 35 75.522.8553.0 100
WEF 1/35 75.523.9353.0 100
APC 1-2,5 D2./E. 07.312.5453.0 10
TWC 1-2,5 D2 /E. 07.312.5553.0 10
TWC1-25D2./E.BLAU  07.312.5553.6 10
IVB WKF 4-2 77.261.1227.0 10
IVB WKF 4-3 77.261.1327.0 10
IVB WKF 4-4 77.261.1427.0 10
IVB WKF 4-5 77.261.15627.0 10
IVB WKF 4-6 77.261.1627.0 10
IVB WKF 4-7 77.261.1727.0 20
IVB WKF 4-8 77.261.1827.0 20
IVB WKF 4-9 77.261.1927.0 20
IVB WKF 4-10 77.261.2027.0 20
ADC 2,5 GELB 04.344.0353.8 10
WK 2,5ST2/2,3 75.5653.2921.0 10
DIN 5264 B 0,6 x 3,5 06.502.4000.0 5

197

197

A The double-tier block is available upon request
as function block for most different connection

tasks.

2.5 mm?

56.303.7553.9
56.303.7553.5

56.303.7153.5
56.303.7153.9

56.303.8053.9

56.303.8253.5

56.303.7953.5

56.303.8353.5

56.303.7453.9
LED rot

56.303.7253.5
LED rot

56.303.7353.5

il
T

Examples of functions

I =1TA
U =1000V

I =1TA
U =1000V

I =1TA
U =1000V

I =1A
U =1000V

R =4,7KQ
P=05W
U=24VvDC

R =4,7KQ
P=05W
U=24VvDC

R =680 KQ
P=0256W
U = 100-500 V

239



IDC knife edge disconnect block,

type WKC

taris

The disconnect knife of the WKC TKM
series swings in an out on a pivot. The
distinctive color of the disconnect lever
signals the open state. The conductor
can be terminated with the lever in the
open or closed position. Built-in test
points are located on both sides of the
terminal block.

921

WKC 1 TKM/35

fine stranded  solid V A
02-1mm? 0.2-1mm? 800V/8kV/3 13.56
No. 30-18 AWG 600 V 13
No. 24-18 AWG 300/600 V* 13
6 mm 1 mm?
A @

Type Part no. Std. pack

WKC 1 TKM/35
WKC 1 TKM/35 BLAU

35x27 x7,5EN 60715
35x 24 x 15 EN 60715

56.301.2053.0 50
56.301.2053.6 50

98.300.0000.0 1
98.360.0000.0 1

9708/2 S 35 75.5622.8553.0 100
WEF 1/35 75.523.9353.0 100
APC 1-2,5D1./TK. 07.312.6253.0 10

APC 1-2,5 D1./TK BLAU

07.312.5253.6 10

TWC 1-25D1. 07.312.56353.0 10
TWC 1-2,5 D1. BLAU 07.312.6353.6 10
IVB WKF 4-2 77.261.1227.0 10
IVB WKF 4-3 77.261.1327.0 10
|VB WKF 4-4 77.261.1427.0 10
IVB WKF 4-5 77.261.1527.0 10
IVB WKF 4-6 77.261.1627.0 10
IVB WKF 4-7 77.261.1727.0 20
|VB WKF 4-8 77.261.1827.0 20
IVB WKF 4-9 77.261.1927.0 20
IVB WKF 4-10 77.261.2027.0 20
ADC 2,5 GELB 04.344.0353.8 10
WK258T2/23 75.653.2921.0 10

DIN5264B06x35

06.502.4000.0 5

*300 V for use group C

WKC 2,5 TKM/35

fine stranded  solid V
1-25mm?2 1-25mm? 800V/8kV/3
No. 18-14 AWG 600 V
No. 16-14 AWG 300/600 V*
6 mm

A @

Type Part no. Std. pack
WKC 2,5 TKM/35 56.303.2053.0 50
WKC 2,5 TKM/35 BLAU ~ 56.303.2053.6 50
35x27x7,5EN 60715 98.300.0000.0 1
35x24 x 15EN 60715 98.360.0000.0 1
9708/2 S 35 75.522.8553.0 100
WEF 1/35 75.523.9353.0 100
APC 1-2,5 D1./TK. 07.312.5253.0 10
APC 1-25D1./TKBLAU ~ 07.312.5253.6 10
TWC 1-2,5D1. 07.312.5353.0 10
TWC 1-2,5 D1. BLAU 07.312.5353.6 10
VB WKF 4-2 77.261.1227.0 10
IVB WKF 4-3 Z77.261.1327.0 10
VB WKF 4-4 77.261.1427.0 10
IVB WKF 4-5 77.261.1527.0 10
IVB WKF 4-6 77.261.1627.0 10
IVB WKF 4-7 Z77.261.1727.0 20
IVB WKF 4-8 77.261.1827.0 20
IVB WKF 4-9 77.261.1927.0 20
IVB WKF 4-10 77.261.2027.0 20
ADC 2,5 GELB 04.344.0353.8 10
WK 2,5S8T2/2,3 75.553.2921.0 10
DIN 5264 B 0,6 x 3,5 06.502.4000.0 5

921

*300 V for use group C

EN 60 947-7-1
UL ratings
CSA ratings
Width Rated cross section
Approvals
Knife edge disconnect block Color: gray
Knife edge disconnect block Color: blue
Accessories
1. Mounting rail 35, 7.5 mm high L=2m
Mounting rail 35, 15 mm high L=2m
2. End clamp for TS 35 8 mm wide
End clamp for TS 35, screwless 8 mm wide
3. End plate Color: gray
Color: blue
Color: green
4. Partition plate Color: gray
Color: blue
5. Jumper bar, 2pole
insulated 3pole
4pole
Bpole
6pole
7pole
8pole
9pole
10pole
6. Cover w. warning symbol over 4 blocks
7. Test plug
8. Screw driver, uninsulated
Marking accessories also see page 178-179 and 250-251

240

*600 V for use group D, E

*600 V for use group D, E
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IDC disconnect block,
type WKC

taris

Fused plug:
Nominal voltage:
Nominal current:

250V
VDE 0820 T2/IEC 127-2 with a
leakage loss of 1.6W.

- 6.3 A for single blocks
— 4 A for blocks directly

side by side
Indicator (24 V): red light
Power consumption 10.3 mA
Indicator (220 V): red light

Power consumption: 0.3 mA

*) The power load is determined by the built-in fuse.
The voltage range is determined by the built-in LED.

EN 60 947-7-1
UL ratings
CSA ratings
Width Rated cross section
Approvals
Disconnect block Color: gray
Fuse holder for fuse 5 x 20 Color: gray
Fuse holder with indicator (24 V) Color: gray
Fuse holder with indicator (220 V) Color: gray
Accessories
1. Mounting rail 35, 7.5 mm high L=2m
Mounting rail 35, 15 mm high L=2m
2. End clamp for TS 35 8 mm wide
End clamp for TS 35, screwless 8 mm wide
3. End plate Color: gray
Color: blue
Color: green
4. Partition plate Color: gray
Color: blue
5. Jumper bar, 2pole
insulated 3pole
4pole
Bpole
6pole
7pole
8pole
9pole
10pole
6. Cover w. warning symbol over 4 blocks
7. Test plug
8. Screw driver, uninsulated
Marking accessories also see page 178-179 and 250-251
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WKC 1 TKG/35
with fuse holder

fine stranded  solid V A
02-1mm? 0.2-1mm? 800V/8kV/3 *
No. 30-18 AWG 600 V***  §.3***
No. 24-18 AWG 300V 6.3
6 mm 1 mm?
A @

Type Part no. Std. pack

WKC 1 TKG/35 56.301.4053.0 50

SiST 71.299.4055.0 10

SiSTLED 71.299.4155.0 10

Si STGL 71.299.4255.0 10

35x27x7,5EN 60715
35x 24 x 15 EN 60715
9708/2 S 35

WEF 1/35

APC 1-2,5D1./TK.

TWC1-2,5D1.

|VB WKF 4-2
IVB WKF 4-3
IVB WKF 4-4
IVB WKF 4-5
|VB WKF 4-6
IVB WKF 4-7
IVB WKF 4-8
IVB WKF 4-9
IVB WKF 4-10
ADC 2,5 GELB
WK 2,5ST2/2,3
DIN 5264 B 0,6 x 3,5

98.300.0000.0 1
98.360.0000.0 1
75.522.8553.0 100
75.523.9353.0 100
07.312.56253.0 10

07.312.6353.0 10

77.261.1227.0 10
77.261.1327.0 10
77.261.1427.0 10
77.261.1527.0 10
77.261.1627.0 10
77.261.1727.0 20
77.261.1827.0 20
77.261.1927.0 20
77.261.2027.0 20
04.344.0353.8 10
75.553.2921.0 10
06.502.4000.0 5

WKC 2.5 TKG/35

with fuse holder

fine stranded  solid Vv A
1-2.5mm? 1-25mm?2 800V/8kV/3 *
No. 18-14 AWG 600 V*** g 3***
No. 16-14 AWG 300V 6.3
6 mm 2.5 mm?
A\ @

Type Part no. Std. pack

WKC 2,5 TKG/35 56.303.4053.0 50

SiST 71.299.4055.0 10

SiSTLED 71.299.4155.0 10

SiSTGL 71.299.4255.0 10

35x27 x75EN 60715 98.300.0000.0 1

35x 24 x 15 EN 60715 98.360.0000.0 1

9708/2 S 35 75.522.8553.0 100

WEF 1/35 75.523.9353.0 100

APC 1-2,5 D1./TK. 07.312.5253.0 10

TWC 1-2,5D1. 07.312.5353.0 10

IVB WKF 4-2 77.261.1227.0 10

IVB WKF 4-3 77.261.1327.0 10

IVB WKF 4-4 77.261.1427.0 10

IVB WKF 4-5 Z7.261.1527.0 10

IVB WKF 4-6 Z77.261.1627.0 10

IVB WKF 4-7 77.261.1727.0 20

IVB WKF 4-8 77.261.1827.0 20

IVB WKF 4-9 Z77.261.1927.0 20

IVB WKF 4-10 77.261.2027.0 20

ADC 2,5 GELB 04.344.0353.8 10
WK258ST2/2,3 75.553.2921.0 10

DIN 5264B 0,6 x 3,5 06.502.4000.0 5




IDC disconnect block,
type WKC

§2.1

**%) 300 V for use Group C
600 V for use Group B, D per UL 1059
Group D, E per CSAC22.2 { ! £ = .

**)  The power load is determined by the - 1 . i
installed component

Periodic peak voltage 1000 V

Direction Anode Cathode" WKC 1 TKG/35 WKC 2,5 TKG/35
of the diode:  Cathode Anode ? . . . .
with diode plug with diode plug
fine stranded  solid V A fine stranded solid V A
EN 60 947-7-1 02-1mm? 0.2-1mm? 800V/8kV/3 ** 1-25mm? 1-25mm? 800V/8kV/3 **
UL ratings No. 30-18 AWG 300/600 V*** ** No. 18-14 AWG 300/600 V*** **
CSA ratings No. 24-18 AWG 300/600 V ** No. 16-14 AWG 300/600 V **
Width Rated cross section 6 mm Tmm?  6mm 2.5 mm?
Approvals L\ @
Type Part no. Std. pack Type Part no. Std. pack
Disconnect block Color: gray WKC 1 TKG/35 56.301.4053.0 50 WKC 2,5 TKG/35 56.303.4053.0 50
Diode plug — empty Joax = 10A Color: gray DIST ... 71.299.3053.0 DIST ... 71.299.3053.0
Diode plug - diode e = TA Color: gray DIST-1 N 4007-1" 71.299.3155.0 10 DIST-1 N 4007-1" 71.299.3155.0 10
Diode plug - diode Jpax = TA Color: gray DIST-1 N 4007-2% 71.299.3355.0 10 DIST-1 N 4007-2% 71.299.3355.0 10
Diode plug with jumper Joa = 10A Color: gray DIST-D 71.299.3255.0 10 DIST-D 71.299.3255.0
Accessories
1. Mounting rail 35, 7.5 mm high L=2m 35x27x75EN 60715 98.300.0000.0 1 35x27x75EN 60715 98.300.0000.0 1
Mounting rail 35, 15 mm high L=2m 35x24 x 15 EN 60715 98.360.0000.0 1 35x 24 x 15 EN 60715 98.360.0000.0 1
2. End clamp for TS 35 8 mm wide 9708/2 S 35 75.522.8553.0 100 9708/2 S 35 75.522.8553.0 100
End clamp for TS 35, screwless 8 mm wide | WEF1/35 75.523.9353.0 100 WEF 1/35 75.523.9353.0 100
3. End plate Color: gray APC 1-2,5D1./TK. 07.312.5253.0 10 APC 1-2,5D1./TK. 07.312.5253.0 10
Color: blue
Color: green
4. Partition plate Color: gray TWC1-25D1. 07.312.5353.0 10 TWC1-2,5D1. 07.312.5353.0 10
Color: blue
5. Jumper bar, 2pole IVB WKF 4-2 77.261.1227.0 10 IVB WKF 4-2 77.261.1227.0 10
insulated 3pole IVB WKF 4-3 77.261.1327.0 10 IVB WKF 4-3 77.261.1327.0 10
4pole IVB WKF 4-4 77.261.1427.0 10 IVB WKF 4-4 77.261.1427.0 10
bpole IVB WKF 4-5 77.261.1527.0 10 IVB WKF 4-5 77.261.1527.0 10
6pole IVB WKF 4-6 77.261.1627.0 10 IVB WKF 4-6 77.261.1627.0 10
7pole IVB WKF 4-7 77.261.1727.0 20 IVB WKF 4-7 77.261.1727.0 20
8pole IVB WKF 4-8 77.261.1827.0 20 IVB WKF 4-8 77.261.1827.0 20
9pole IVB WKF 4-9 77.261.1927.0 20 IVB WKF 4-9 77.261.1927.0 20
10pole IVB WKF 4-10 77.261.2027.0 20 IVB WKF 4-10 77.261.2027.0 20
6. Cover w. warning symbol over 4 blocks ADC 2,5 GELB 04.344.0353.8 10 ADC 2,5 GELB 04.344.0353.8 10
7. Test plug WK258T2/23 75.553.2921.0 10 WK2,5ST2/23 75.553.2921.0 10
8. Screw driver, uninsulated DIN 5264 B 0,6 x 3,5 06.502.4000.0 5 DIN 5264 B 0,6 x 3,5 06.502.4000.0 5
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Hybrid DIN rail mount terminal blocks

with IDC and screw technology, type WKC...S/C

taris HYBRID

With taris HYBRID all the benefits of using IDC technology can be realized for factory
wiring. While, the field side can be terminated with familiar screw technology.
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taris HYBRID offers...
... for factory wiring

O IDC technology

easy of use
reduced wiring times
compact design

Screwdriver guide

... for field wiring
0 Screw technology

TOP entry system

0 Wide range of Conductor Types

Terminal variations

WKC 1 S/C..
solid/stranded copper
stranded copper
solid copper
stranded copper with ferrules

torque specification

WKC 2.5 S/C..

solid/stranded copper

stranded copper
solid copper
stranded copper with ferrules

torque specification

Application advantages.

No special tools required
No stripping necessary

Reduces panel space

Lol

Indicates open or closed state of the
contact

1

Well known termination technology

l

Wire and screwdriver entry in same
plane

— Ease of wiring in small confined spaces
Use of any conductor insulation type

— feed through and ground

— identification in the type description
C = IDC technology
S = screw connection

— Indication of the position
WKC 1... Red actuator
WKC 2.5... Blue actuator*

— Connecotr and wire gauge
C=02-1mm? /AWG 24-18

S =0.5-25mm?/AWG 22-12
S=05-4mm? /AWG 22-12
S =05-25mm?/AWG 22-12

S =81b.-in/0.6 Nm (M2.5)

— Connection and wire gauge
C=1-25mm? /AWG 16-14

S=05-4mm? /AWG 22-10
S$=05-6mm? /AWG 22-10
S=05-4mm? /AWG 22-10

S =81Ib.-in/0.7 Nm (M3)



Test plug

O taris offers testing for all terminals,
without removing any of the wiring

0 Built-in test points at each termination
point for use with 2.3 mm diameter test
plugs

0 Modular test plug modules available on
pages 176, 177

Jumper bars

0 The insulated push-in jumper bars, IVB
WKEF... are completely touch safe

0 No partition plate is required between
jumpered terminals of different potential

0 The IVB WKEF... jumper bars are rated for
the same current as the terminal block

Marking capability
O Single marking tags

0 Marking tag strips (10 tags per strip) to
rapidly identify the terminals and circuitry

O Tear-off marking strip for marking up to
3 digits per terminal block

O Marking facility is down the center so that
the marking tag is not covered by the
conductor.

Cover with warning symbol

O Over with warning symbol ADC to shap
on to blocks which remain live after the
mains have been switch off (VDE 0113)

O Cover can only be removed with a
screwdriver

DQS certificates for all products

0 Quality standard as per DIN ISO 9001
in Development, Production, Assembly

00 Continued control of the quality standard
by means of regular internal and external
quality audits

0 Compatible with certificates of other
countries:

— BSI Certificate, Great Britain

— SQS Certificate, Switzerland

— Aib-Vincotte Certificate, Belgium
— OQS Certificate, Austria

Material

0 Metal parts:

special alloys and surface treatments

provide low contact resistance and
high corrosion resistance:

clamping body made of tin-plated
copper

current carrying bar made of tin-plated

copper
grounding foot - tin-plated copper al

O Insulating_material:

Polyamide has excellent electrical,
chemical and mechanical
properties

loy

Insulating housings: Polyamide 66/6

Tracking current resistance: CTl 600

Flammability class: UL 94-V0O
(also see section facts & DATA)

Our wieplan software helps to plan
your own terminal block assembly
(see page 10/11).

Various German and international

approvals are available for feed-through
terminal blocks. They are indiscated in
detail on the corresponding pages. The

feed-through blocks of series WK/\WWK
are approved for the increased-safety

N

type of protection EEx “e” in accordance
to DIN EN 50019 / VDE 0170/0171 part 6
where indicated. No type test is required

for the EEx “i" type of protection.

Note

The information regarding cross-
sectional areas and connection types
pertains to wires without ferrules.

Ferrules are not neccessary for secure

connection.

The voltage ratings apply to the
terminals in their intended application.
When different products are mounted
adjacent to each other, the proper

isolation distances must be adhered to.
For this purpose, Wieland offers a large

selection of appopriate accessories.

A detailed description of technical data,

the standards requirements, and the
application conditions can be found in
catalog section facts & DATA.
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Hybrid feed-through terminals

with IDC and screw technology, type WKC...S/C

taris HYBRID

Clamping point “S" = screw technology
Clamping point “C” = IDC technology

Wire strip length applies to the screw terminal only

EN 60 947-7-1
UL ratings
CSA ratings
Width
Approvals

Feed-through terminal

Feed-through terminal
Ground terminal

Accessories

3. End plate

4. Partition plate

5. Jumper bar,
insulated

7. Test plug
8. Screw driver, uninsulated
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1. Mounting rail 35, 7.5 mm high
Mounting rail 35, 15 mm high
2. End clamp for TS 35, with screw
End clamp for TS 35, screwless
1.5 mm wide
1.5 mm wide
1.5 mm wide
1.5 mm wide
1.5 mm wide

Wire strip length

Color: gray
Color: blue
Color: green/yellow

L=2m
L=2m

8 mm wide
8 mm wide
Color: gray
Color: blue
Color: green
Color: gray
Color: blue
2pole
3pole
4pole
Bpole
6pole
7pole
8pole
9pole
10pole

6. Cover w. warning symbol over 4 blocks

Clamping point ,,C*
Clamping point ,, 8"

Screw driver, uninsulated, MINI

Marking accessories also see page 178-179 and 250-251

WKC 1 S/C/35

fine stranded  solid V A
0.21-1mm? 0.21-1mm? 800V/8kV/3 135
“S" 22-12 AWG / "C" 24-18 AWG 600V 13
“S" 22-12 AWG/ "C" 24-18 AWG 600V 13
5 mm 10mm
R @ pending

Type Part no. Std. pack

WKC 1 5/C/35
WKC 1 5/C/35 BLAU

35x27 x7,5EN 60715
35x 24 x 15 EN 60715
9708/2 S 35

WEF 1/35

APC1-2,5

APC 1-2,5 BLAU

TWC1-25
TWC 1-2,5 BLAU
IVB WKF 2,5-2
IVB WKF 2,5-3
IVB WKF 2,5-4
IVB WKF 2,5-5
IVB WKF 2,5-6
IVB WKF 2,5-7
IVB WKF 2,5-8
IVB WKF 2,5-9
IVB WKF 2,5-10

ADC 1/4 GELB

ADF 2,5/4 GELB

WK 2,5ST2/2,3

DIN 5264 B 0,6 x 3,5
DIN5264B06x35M

56.351.0053.0
56.351.0053.6

98.300.0000.0 1
98.360.0000.0 1
75.522.8553.0 100
75.523.9353.0 100
07.312.5053.0 10
07.312.6053.6 10

07.312.6153.0 10
07.312.6153.6 10
77.280.6227.0 10
77.280.6327.0 10
77.280.6427.0 10
77.280.6527.0 10
77.280.6627.0 10
77.280.6727.0 20
77.280.6827.0 20
77.280.6927.0 20
77.280.7027.0 20

04.344.0153.8 10
04.343.6053.8 10
75.653.2921.0 10
06.5602.4000.0 5
06.502.5000.0 10

WKC 2.5 S/C/35

fine stranded  solid Y A
1-25mm?2  1-25mm? 800V/8kV/3 24
“S" 22-10 AWG/ "C" 18-14 AWG 600V 22
“S" 22-10 AWG/ “C" 16-14 AWG 600V 20
6 mm 10mm

A @ pending
Type

WKC 2,5 S/C/35

WKC 2,5 S/C/35

35x27x7,5EN 60715
35x 24 x 15 EN 60715
9708/2 S 35

WEF 1/35

APC 1-2,5

APC 1-2,5 BLAU

TWC1-25
TWC 1-2,5 BLAU
IVB WKF 4-2
IVB WKF 4-3
IVB WKF 4-4
IVB WKF 4-5
IVB WKF 4-6
IVB WKF 4-7
IVB WKF 4-8
IVB WKF 4-9
IVB WKF 4-10

ADC 2,5 GELB

ADF 4/4 GELB

WK 2,5ST2/2,3

DIN 5264 B 0,6 x 3,5
DIN 5264 B 0,6 x 35 M

Part no. Std. pack
56.353.0053.0
56.353.0053.6

98.300.0000.0 1
98.360.0000.0 1
75.522.8553.0 100
75.523.93563.0 100
07.312.5053.0 10
07.312.5053.6 10

07.312.51563.0 10
07.312.5163.6 10
77.261.1227.0 10
77.261.1327.0 10
77.261.1427.0 10
77.261.1627.0 10
77.261.1627.0 10
77.261.1727.0 20
77.261.1827.0 20
77.261.1927.0 20
77.261.2027.0 20

04.344.0353.8 10
04.343.61563.8 10
75.653.2921.0 10
06.502.4000.0 5
06.502.5000.0 10




Hybrid ground terminals
with IDC and screw technology, type WKC...S/C

Clamping point “S" = screw technology
Clamping point “C" = IDC technology

Wire strip length applies to the screw terminal only WKC 1 S/C/SL/35 WKC 2.5 S/C/35
fine stranded  solid V A fine stranded solid V A
EN 60 947-7-1 0.21-1mm? 0.21-1mm? 800V/8kV/3 135 1-25mm? 1-25mm? 800V/8kV/3 24
UL ratings "S" 22-12 AWG/ "C" 24-18 AWG 600V 13 "S" 22-10 AWG/ “C" 18-14 AWG 600V 22
. “S" 22-12 AWG/ “C" 24-18 AWG 600V 13 “S" 22-10 AWG/ “C" 16-14 AWG 600V 20
CSA ratings
Width Wire strip length 5mm 10mm 6 mm 10mm
Approvals A @ pending A @ pending
Type Part no. Std. pack Type Part no. Std. pack
Feed-through terminal Color: gray
Feed-through terminal Color: blue
Ground terminal Color: green/yellow | WKC 1 S/C/SL/35 56.351.9053.0 WKC 2,5 S/C/SL/35 56.353.9053.0

Accessories

1. Mounting rail 35, 7.5 mm high L=2m | 35x27x75EN60715  98.300.0000.0 1 35x27x75ENB0715  98.300.0000.0 1
Mounting rail 35, 15 mm high L=2m | 35x24x15EN60715 98.360.0000.0 1 35x 24 x 15 EN 60715 98.360.0000.0 1
2. End clamp for TS 35, with screw 8 mm wide | 9708/2 S 35 75.522.8553.0 100 9708/2 S 35 75.522.8553.0 100
End clamp for TS 35, screwless 8 mm wide | WEF1/35 75.523.9353.0 100 WEF 1/35 75.523.9353.0 100
3. End plate 1.5 mm wide Color: gray
1.5 mm wide  Color: blue
1.5 mm wide Color: green | APC1-2,5GRUN 07.312.5053.7 10 APC 1-2,5 GRUN 07.312.5053.7 10
4. Partition plate 1.5 mm wide Color: gray
1.5 mm wide Color: blue
5. Jumper bar, 2pole
insulated 3pole
4pole
Bpole
6pole
7pole
8pole
9pole
10pole
6. Cover w. warning symbol over 4 blocks
Clamping point ,,C* | ADC 1/4 GELB 04.344.0153.8 10 ADC 2,5 GELB 04.344.0353.8 10
Clamping point ,,8"” | ADF25/4 GELB 04.343.6053.8 10 ADF 4/4 GELB 04.343.6153.8 10
7. Test plug WK258T2/2,3 75.553.2921.0 10 WK 2,58T2/2,3 75.553.2921.0 10
8. Screw driver, uninsulated DIN 5264 B 0,6 x 3,5 06.502.4000.0 5 DIN 5264 B 0,6 x 3,5 06.502.4000.0 5
Screw driver, uninsulated, MINI DIN5264B06x35M  06.502.5000.0 10 DIN5264B06x35M  06.502.5000.0 10
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Accessories

DIN rail terminal blocks with IDC connection, type WKC

taris

10. Clamping screw for mounting rail

11. Optional label carrier

12. Paper Markers in perforated sheet form
(1 sheet = 100 Marking tags)
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Mounting rail
1. Steel, galv. zinc-plated, dichromated, unslotted L =2 m
Steel, galv. zinc-plated, dichromated, slotted L=2m
2. Steel, unplated unslotted L=2m
Steel, unplated slotted L=2m
3. Steel, high-temp. zinc-plated unslotted L=2m
Steel, high-temp. zinc-plated slotted L=2m
4. E copper unslotted L=2m
E copper slotted L=2m
End clamp
5. End clamp with screw for 356 mmrail 8 mm wide
6. End clamp with screw for 35 mm rail
with marking plate 8/17.56 mm wide
7. End clamp, screwless, for 35 mm rail 8 mm wide
8. End clamp, screwless, for 35 mm rail
with marking plate 8/17,5 mm wide
for terminal rails
9. Bus bar holder 8 mm wide
Busbar support, with screw 8 mm

Mounting rail 35 x 7,5
according to DIN EN 60715

Std. pack

Type Part no.

35 x27x7,5ENG0715 98.300.0000.0 1
36 x27 x7,5EN60715 slotted 98.300.1000.0 1
35 x 27 x 7,5 EN 60715 unslotted 98.300.0010.0

Mounting rail 35 x 15
according to DIN EN 60715

Type Part no.

35x27 x 15 EN 60715
35x 27 x 15 EN 60715

98.370.0000.0
98.370.1000.0

Std. pack

1
1
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Mounting rail 35 x 15
according to DIN EN 60715

Type Partno.  Std. pack

35x27 x 16 EN 60715 98.360.0000.0 1

35x27x 15 EN 60716 ZN  98.360.0004.0 1

35x27x 156 EN607156 CU  98.380.0000.0 10

End clamp for TS 35
fastening with screw

Type Part no.
9708/2 S 35 75.522.8553.0
9708/2 BS/35 69.920.0553.0

04.019.0289.0

Std. pack

100
100

10

End clamp for TS 35
fastening without screw

Type

WEF 1/35
WEF 1 BS/35

WKIF SH/E/35

BSIR

Part no.

75.523.9353.0
69.920.1053.0

71.108.8453.0
69.920.1153.0
05.091.0200.0
74.243.8453.0
04.019.0289.0

Std. pack

100
100
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Marking accessories for

IDC DIN rail terminal blocks

taris

Material:
Polyamide 66/6
Color: black figures on white background

DIN rail terminal blocks with IDC connection,
type WKC, accept marking tags on both sides on
top of the block in a 3-chamber slot.

It can be either 3 single number tags from the
tear-off marking strip , or single tags, or marking
strips.

1. Marking strips, marked
and unmarked, made from Polyamide 66/6,
suitable for10 blocks in a row.
Marking 1-10, 11-20 etc. up to 991-999.
Type 9705 A/5/10 (5 mm spacing)
for terminal blocks type WKC 1...
Type 9705 A/6/10 (6 mm spacing)
for terminal blocks type WKC 2.5...

2. Tear-off marking strip with 10 marking tags
made of Polyamide 66/6, white,
marked and unmarked.
This marking system considerably reduces
the marking time of terminal block
assemblies. For numerical marking of terminal
block assemblies you require only 11
warehouse positions. As the time used for
picking and attaching the tags is reduced, and
as stockkeeping is low and the prices
extremely favorable, enormous cost savings
are the result from using these tear-off
marking strips.
Type 9704 A...
(see page 180)

3. Single marking tag made of Polyamide 66/6,
white, marked and unmarked.
Type 9705 A...

4. Marking plates made of Polyamide 66/6
consisting of 11 marking strips.
Type 9705 A/5/10 (5 mm spacing)
for terminal blocks type WKC 1...
Type 9705 A/6/10 (6 mm spacing)
for terminal blocks type WKC 2.5...
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Bezeichnungscomputer
im Systemkoffer

Type Part no.

Std. pack
Marking computer for markingcards

marcom 2 95.502.0000.0 1

Description

wieland marcom 2 is a freely programmable marking
computer for marking tags of DIN rail terminal
blocks, pluggable connectors, cables and switching
devices. The program technology with flexible

menu control produces excellent results requiring
only few input. Entry of a sequence of figures is
automatically limited by the parameters of the
selected marking tags, making wrong print-out
impossible. Repeated operations can be saved as so-
called JOBs and are therefore immediately available
for print-out without further entries. The computer
disposes of a large number of fonts, with numerical,
alphanumerical (small/capital letters) and symbolic
characters.

marcom 2 is powered by an attached power supply.
For a mains-independent operation, the marcom 2
Power Pack is available.

Marking tag plates for marcom 2

9705 A/5/10/11 marcom  Z4.242.5053.0 10
9705 AL/5/10/6 marcom  Z4.242.5153.0 10
9705 A/6/10/11 marcom  Z4.242.6053.0 10
9705 AL/6/10/6 marcom  Z4.242.6353.0 10
9705 A/8/10/7 marcom 74.242.8053.0 10




Marking strips and
marking plates, marked

G

grarcradt

e

1 mmZ2/5 mm Width

Marking strips, unmarked
9705 A/5/10 04.242.5053.0

Marking strips, marked

9705A/5/10B 1 -10 04.845.0153.0
11-20 04.845.0253.0
21-30 04.845.0353.0
31-40 04.845.0453.0
41-50 04.845.0553.0
51 - 60 04.845.0653.0
61-70 04.845.0753.0
71-80 04.845.0853.0
81-90 04.845.0953.0
91-100  04.845.1053.0

@ (10 x) 04.855.0053.0
—+ (10x) 04.855.0153.0
+ (10 x) 04.855.0253.0
- (10x) 04.855.0353.0
L1 (10x) 04.855.0453.0
L2 (10x) 04.855.0553.0
L3 (10 x) 04.855.0653.0
PE (10x) 04.855.0753.0
SL (10x) 04.855.3153.0
N (10x) 04.855.3253.0
F1 (10x) 04.855.0953.0
F2 (10 x) 04.855.1053.0
L1,12,13,N,PE (2 x) 04.855.0853.0

Marking plates, unmarked
9705 A/5/10/11 74.242.5053.0

custom marking upon request
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2.5 mm?/6 mm Width

Marking strips, unmarked
9705 A/6/10 04.242.6053.0

Marking strips, marked

9705A/6/10B 1 -10 04.846.0153.0
11-20 04.846.0253.0
21-30 04.846.0353.0
31-40 04.846.0453.0
41 - 50 04.846.0553.0
51 -60 04.846.0653.0
61-70 04.846.0753.0
71-80 04.846.0853.0
81-90 04.846.0953.0
91-100  04.846.1053.0

@ (10 x) 04.856.0053.0
—+ (10x) 04.856.0153.0
+ (10x) 04.856.0253.0
- (10x) 04.856.0353.0
L1 (10x) 04.856.0453.0
L2 (10x) 04.856.0553.0
L3 (10x) 04.856.0653.0
PE (10x) 04.856.0753.0
SL (10x) 04.856.3153.0
N (10x) 04.856.3253.0
F1 (10x) 04.856.0953.0
F2 (10 x) 04.856.1053.0
L1,12,13,N,PE (2 x) 04.856.0853.0

Marking plates, unmarked
9705 A/6/10/11 74.242.6053.0

custom marking upon request

Faaay
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Appliance Terminals




appliance tervinaLs

All Wieland Components which require C€ general certification are
C€ certified, and identified with the (€ logo. Terminal strips

Lighting and appliance terminals

Plug/screw terminal strips
Terminal box
Distribution terminal strips

Mains connectors
for appliance wiring
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CONTENTS

KL 16 PA compact

Europa terminal strips
1.5 mm? to 16 mm?
Male/female terminal strips
Marking accessories

1 to 4pole
Modular terminals

2 to 5pole
2 to 12pole
Plug/screw KL 17 N

KL 58

6 — 10 mm?

3, b, 6pole

Screw/screw connections
Screw/tab connections

Page 256
Page 257
Page 258
Page 258
Page 260

Page 261
Page 263

Page 264
Page 265
Page 267

Page 268
Page 268
Page 268
Page 267
Page 267
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Unbreakable terminal strips
for narrow spaces

KL 16 rA

Material:

Insulating housing: Polyamide 6 ivory 2
Hardness test at 125 °C "
Glow-wire test with 850 °C

Tracking test PTI 250

Clamping body: nickel-plated brass P
Wire protection: phosphor bronze

Clamping screws: steel, zinc-plated and

dichromated

These terminal strips are designed for use
under extreme conditions accord. to
EN 60335-1/ DIN VDE 0700 T1.

Terminals with wire protection DS are fitted
with a wire protection guard inside the
clamping body, which prevents damage to
the connected wire.

The clamping screws are secured against
loosening and provide vibration-proof

connections. Type KL 16 PA 2.5 mm? Type KL 16 PA 2.5 mm?
without wire protection with wire protection (DS)
DIN VDE 0110 (fixed position) 500 V/6 kV/3 500 V/6 kV/3
UL ratings No. 22-12 AWG 250V 20A  No. 22-12 AWG 250V 20 A
CSA ratings No. 22-12 AWG 300V 25 A No. 22-12 AWG 300V 25 A
EN 60335-1/DIN VDE 0700 T1 AC 400V; 10 A; 1-15mm%1-25mm2 AC400V; 10 A; 1-15mm?/1-2.5mm?
Approvals L \Yaq A @
Poles G T Type Part no. Std. pack Type Part no. Std. pack
4 33.4 27 KL16/4 PA 29.400.0453.0 65 KL 16/4 PADS 29.401.0453.0 65
6 44.2 37.8 KL16/6 PA 29.400.0653.0 50 KL16/6 PADS 29.401.0653.0 50
8 55 48.6 KL16/8 PA 29.400.0853.0 40 KL16/8 PADS 29.401.0853.0 40
12 76.6 70 KL 16/12 PA 29.400.1253.0 30 KL 16/12 PA DS 29.401.1253.0 30
16 98.2 91.8 | KL16/16 PA 29.400.1653.0 20 KL 16/16 PA DS 29.401.1653.0 20
20 1198 113.4 KL 16/20 PA 29.400.2053.0 20 KL 16/20 PA DS 29.401.2053.0 20

Accessories

Marking plate from white PVC, 4 33.4 27 BZKL 16/4 Z 74.102.0480.0 100 BZKL16/4 Z 74.102.0480.0 100
marking surface on both sides 6 44.2 37.8 BZKL 16/6 Z 74.102.0680.0 100 BZKL16/6 Z 74.102.0680.0 100
and four plastic pins from 8 55 48.6 BZKL 16/8 Z 74.102.0880.0 100 BZKL16/8 Z 74.102.0880.0 100
Polyamide to fasten the marking 12 76.6 70 BZKL 16/12Z 74.102.1280.0 100 BZKL16/12 Z 74.102.1280.0 100
plate 16 98.2 91.8 BZKL 16/16 Z 74.102.1680.0 100 BZKL 16/16 Z 74.102.1680.0 100

20 1198 1134 BZKL 16/20 Z 74.102.2080.0 100 BZKL 16/20 Z 74.102.2080.0 100
Fastening pins 05.5692.1152.0 05.5692.1152.0
Marked marking plates, 4 to 4 BZKL 16/4 7B 74.802.0480.0 100 BZKL16/4 7B 74.802.0480.0 100
20pole to to to to to

20 BZKL 16/20 ZB 74.802.2080.0 100 BZKL 16/20 2B 74.802.2080.0 100
Jumper bars of E-Cu

2 74 07.250.0027.0 10 07.250.0027.0 10
80 596 07.250.1627.0 10 07.250.1627.0 10
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Divisible Europa
terminal strips

EUROPA

Material:

Insulating housing: Polyamide 6 ivory
Hardness test at 125 °C Glow-wire test with
850 °C Tracking test PTI 250 Clamping body:
nickel-plated brass Wire protection: phosphor
bronze Clamping screws: steel, zinc-plated
and dichromated

Permanent temperature 100 °C
Permanent temperature 130 °C accord. to
UL 746 B

Tracking resistance accord. to

DIN IEC 112 CTI > 600.

Terminals with wire protection DS are fitted
with a wire protection guard inside the
clamping body, which prevents damage to
the connected wire. All parts are captive in
the insulating housing.

The clamping screws are secured against
loosening and provide vibration-proof
connections. The terminal strips are supplied
with the clamping screws in the “open”

Type 4 E 1.5 mm? Type 6 EH 4 mm?
with DS: 1 mm? with DS: up to 2.5 mm%/fine-stranded
EN 60998-1/-2-1 (fixed position) 400 V; 175 A; 0.75-1.5mm? 690 V; 24 A; 1.0 - 2.5 mm?
Approvals HQAOO0NE@ NCPAN
Poles G T Type Part no. Std. pack G T Type Part no. Std. pack
without wire protection 1 6 - 4F/1 21.304.0153.0 5000 7 - BEH/1  21.312.0153.0 4000
2 | 14 8 4FE/ 2  21.304.0253.0 2000 17 10 6EH/ 2  21.312.0253.0 1500
3 | 22 16 4F/3  21.304.0353.0 2000 27 20 GEH/3  21.312.0353.0 750
4 | 30 24 4F/ 4  21.304.0453.0 2000 37 30 BEH/ 4  21.312.0453.0 1000
5 | 38 32 4F/5  21.304.0553.0 1000 47 40 6EH/5  21.312.0553.0 500
6 | 46 40 4E/6  21.304.0653.0 1000 57 50 G6EH/6  21.312.0653.0 500
7 | 54 48 4F/7  21.304.0753.0 500 67 60 G6EH/7  21.312.0753.0 500
8 | 62 56 4E/8  21.304.0853.0 500 77 70 GEH/8  21.312.0853.0 250
9 | 70 64 4E/9  21.304.0953.0 500 87 80 BEH/9  21.312.0953.0 250
10 | 78 72 4E/10  21.304.1053.0 500 97 90 GEH/I0  21.312.1053.0 250
11 | 86 80 4E/1 21.304.1153.0 500 107 100 BEH/11  21.312.1153.0 250
12 | 94 88 4E 21.304.1253.0 500 117 110 BEH 21.312.1253.0 250
with wire protection (DS) 1 6 - 4F/ 1DS 21.305.0153.0 5000 7 - BEH/ 1DS 21.313.0153.0 4000
UL ratings: 2 | 14 8 4E/ 2DS 21.305.0253.0 2000 17 10 6EH/ 2DS 21.313.0253.0 1500
AWG No. 2014 20A(4E) 3 | 22 16 4F/ 3DS 21.305.0353.0 2000 27 20 GEH/ 3DS 21.313.0353.0 750
260V P16 T0AGEDS) 4 | 30 24 4F/ 4DS 21.305.0453.0 2000 37 30 BEH/ 4DS 21.313.0453.0 1000
600 V with PVC insulating spacer 5 | 38 32 4F/ 5DS 21.305.0553.0 1000 47 40 BEH/ 5DS 21.313.0553.0 500
CSA ratings: 6 | 46 40 4E/ 6DS 21.305.0653.0 1000 57 50 GEH/ 6DS 21.313.0653.0 500
pasNe 216 M0ARE 4EDS) 7 | 54 48 4F/ 7DS 21.305.0753.0 500 67 60 6EH/ 7DS 21.313.0753.0 500
600 V with PVC insulating spacer 8 | 62 56 4F/ 8DS 21.305.0853.0 500 77 70 BEH/8DS 21.313.0853.0 250
— with insulating spacer and fastening screws 9 | 70 64 4F/ 9DS 21.305.0953.0 500 87 80 BEH/9DS 21.313.0953.0 250
GéngDgf“‘a“”gmate”a‘8°°V4E‘DS>'6E‘DS" 10 | 78 72 4E/10DS 21.305.1053.0 500 97 90 BEH/10DS 21.313.1053.0 250
— 1pole version (without own fastening 1M 86 80 4E/M11DS 21.305.1153.0 500 107 100 BEH/11DS 21.313.1153.0 250
device) no VDE approval 12 | 94 88 4EDS 2130512530 500 117 110 6EHDS  21.313.1263.0 250
Accessories
Insulating spacer from PVC for higher voltages
(2 to 12pole available) 2pole
12pole
1000 mm long
07.469.0280.0 100
07.469.1280.0 100
07.469.1380.0
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Divisible Europa
terminal strips

EUROPA

Material:

Insulating housing: Polyamide 6 ivory
Hardness test at 125 °C

Glow-wire test with 850 °C

Tracking test PTI 250

Clamping body: nickel-plated brass
Wire protection: phosphor bronze
Clamping screws: steel, zinc-plated and
dichromated

Permanent temperature 100 °C

Permanent temperature 130 °C accord. to

UL 746 B
Tracking resistance accord. to
DIN IEC 112 CTI > 600.

Terminals with wire protection DS are fitted

with a wire protection guard inside the

clamping body, which prevents damage to the

connected wire. All parts are captive in the

insulating housing. The clamping screws

are secured against loosening and provide

vibration-proof connections.
The terminal strips are supplied with the
clamping screws in the “open” position.

EN 60998-1/-2-1 (fixed position)
EN60335-1/DIN VDE 0700 T1
Approvals

without wire protection

UL ratings:
AWG no. 2012 20A (6 E)
22-14  15A (6 EDS)
2212 20A (6ES,6E
Female terminal strip)
22-8  40A (10 E)
2212 20A (10 EDS)
22-8  50/65 A (16 E)-field/factory wiring
22-10  30/40 A (16 E DS)-field/factory wiring
204  70A (20 E)
22-6 65/75 A (20 E DS)-field/factory wiring
300V
(600 V with PVC insulating spacer)

with wire protection (DS)

CSA ratings:
AWGno. 22-14 20A (6 E, 6 EDS))
22-14  20A (6ES,6E
Female terminal strip)
2212 25A (10 E, 10 EDS)
20-10 40A (16 E, 16 E DS)
- 65A (20 E, 20 E DS)
300 V (600 V with PVC insulating spacer)
— with insulating spacer and fastening screws
from insulating material 800 V 6 E (DS)
— with insulating spacer and fastening screws
from insulating material 1000 V 10 E (DS), 16 E (DS),
20 E (DS)
— 1pole version (without own fastening
device) no VDE approval
20 E, 20 EDS: 18-6 AWG, 65 A, 600 V - no spacer required

Accessories
Jumper bars E-Cu

Insulating spacer PVC polycarbonate-yellow
for higher voltages 1000 mm
Wire guard Polycarbonat-yellow
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Poles

N O © 0 N O o & W N —

N

N O © 0 N O g & W N -

RGN

2
12

Type 6 E

with DS: up to 2.5 mmZ/fine-stranded
1.0 - 2.5 mm?

400 V; 24 A;

& A @0VOEONE

Std. pack

G

7
17
27
37
47
57
67
77
87
97

T
10
20
30
40
50
60
70
80
90

117 110

7
17
27
37
47
57
67
77
87
97

10
20
30
40
50
60
70
80
90

117 110

52.8
112.8

1000.0
20.5

120

Type
6E/ 1
6E/ 2
6E/ 3
6E/ 4
6E/ 5
6E/ 6
6E/ 7
6E/ 8
6E/ 9
6 E/10
6E

6E/ 1DS
6E/ 2DS
6E/ 3DS
6E/ 4DS
6E/ 5DS
6E/ 6DS
6E/ 7DS
6E/ 8DS
6E/ 9DS
6 E/10 DS
6 EDS

VB 11/1/2
VB 11/1/3
VB 11/1/6
VB 11/1/12

LH GE/2
LH GE/12

Part no.

21.310.0153.0
21.310.0253.0
21.310.0353.0
21.310.0453.0
21.310.0553.0
21.310.0653.0
21.310.0753.0
21.310.0853.0
21.310.0953.0
21.310.1053.0
21.310.1253.0

21.311.0153.0
21.311.0253.0
21.311.0353.0
21.311.0453.0
21.311.0553.0
21.311.0653.0
21.311.0753.0
21.311.0853.0
21.311.0953.0
21.311.1053.0
21.311.1253.0

07.250.0227.0
07.250.0327.0
07.250.0627.0
07.250.1027.0

07.470.1380.0
07.470.2256.0
07.470.3256.0

4000
1500
1500
1000
500
500
50
50
50
50
250

4000
1500
1500
1000
500
500
50
50
50
50
250

100
100
50
50

100
10

Male terminal strip  without wire protection

Type 6 ES

Female terminal strip without wire protection

Type 6 E 4 mm?
AC 400 V; 10 A; 1-1.5mm?%1 - 2.5 mm2¥
@Aane

G T Type Part no. Std. pack

7 - BES/ 1 22.310.0153.0 100

17 10 B6ES/ 2 22.310.0253.0 100
27 20 6ES/3 22.310.0353.0 100
37 30 6ES/ 4 22.310.0453.0 100
47 40 6ES/ 5 22.310.0553.0 100
57 50 6ES/ 6 22.310.0653.0 100
67 60 6ES/7 22.310.0753.0 50
77 70 G6ES/8 22.310.0853.0 50
87 80 6ES/ 9 22.310.0953.0 50
97 90 G6ES/10 22.310.1053.0 50

117 110 BES 22.310.1253.0 50
Female terminal strip without wire protection
7 - BE/1 99.261.3521.9 200

17 10 6E/ 2 99.262.3521.9 100
27 20 6E/ 3 99.263.3521.9 100
37 30 6E/ 4 99.264.3521.9 100
47 40 6E/ 5 99.265.3521.9 500
57 50 6E/ 6 99.266.3521.9 100
67 60 6E/ 7 99.267.3521.9 50
77 70 G6E/ 8 99.268.3521.9 50
87 80 6E/ 9 99.269.3521.9
97 90 6E/10 99.270.3521.9 50
117 110 6E 99.272.3521.9 50

* flexible wire/rigid wire




Type 10 E Type 16 E Type 20 E 16 mm?
with DS: up to 4 mm?/fine-stranded with DS: up to 6 mm?#/fine-stranded with DS: up to 10 mm?/fine-stranded
500 V: 32 A: 15-4mm2 500V;41A; 25-6mm? 500V; 57 A, 4.0 - 10 mm?
A0 A @DVOO0QNE® QA OONET HQAO0NE
G T Type Part no. Std. pack G T Type Part no. Std. pack G T Type Part no. Std. pack
8 - 10E/1 21.330.5153.0 2000 95 - 16E/1 21.340.5153.0 200 115 - 20/ 1 21.340.3153.0 200
20 12 10E/ 2 21.330.5253.0 1000 23 135 16E/ 2 21.340.5253.0 100 26 145 20E/ 2 21.340.3253.0 100
32 24 10E/ 3 21.330.5353.0 500 36.5 27 16E/ 3 21.340.5353.0 50 405 29 20E/ 3 21.340.3353.0 50
44 36 10E/ 4 21.330.5453.0 250 50 405 16E/ 4 21.340.5453.0 50 55 435 20E/ 4 21.340.3453.0 50
56 48 10E/ 5 21.330.5653.0 250 635 54 16E/ 5 21.340.5553.0 50 69.5 58 20E/ 5 21.340.3553.0 50
68 60 10E/ 6 21.330.5653.0 250 77 675 16E/ 6 21.340.5653.0 50 84 725 20E/ 6 21.340.3653.0 50
80 72 10E/7 21.330.5753.0 250 90.5 81 16E/ 7 21.340.5753.0 40 985 87 20E/7 21.340.3753.0 50
92 84 10E/ 8 21.330.5853.0 200 104 945 16E/ 8 21.340.5853.0 40 113 101.5 20E/ 8 21.340.3853.0 50
104 96 10E/ 9 21.330.5953.0 200 1175108 16E/ 9 21.340.5953.0 20 1275116 20E/ 9 21.340.3953.0 20
116 108 10E/10 21.330.6053.0 200 131 1215 16E/10 21.340.6053.0 20 142 130.5 20E/10 21.340.4053.0 20
140 132 10E 21.330.6253.0 100 158 1485 16E 21.340.6253.0 20 171 1595 20E 21.340.4253.0 20
8 - 10E/ 1DS 21.331.6163.0 2000 95 - 16E/ 1DS 21.341.51563.0 200 115 - 20E/1DS 21.341.3153.0 200
20 12 10E/ 2DS 21.331.5253.0 1000 23 13,6 16E/ 2DS 21.341.5253.0 100 26 145 20E/ 2DS 21.341.3253.0 100
32 24 10E/ 3DS 21.331.5353.0 500 36.5 27 16E/ 3DS 21.341.5353.0 50 405 29 20E/ 3DS 21.341.3353.0 50
44 36 10E/ 4DS 21.331.5453.0 250 50 40.5 16E/ 4DS 21.341.5453.0 50 55 43.5 20E/ 4DS 21.341.3453.0 50
56 48 10E/ 5DS 21.331.6553.0 250 63.5 54 16E/ 5DS 21.341.5553.0 50 69.5 58 20E/ 5DS 21.341.3553.0 50
68 60 10E/ 6DS 21.331.5653.0 250 77 67.5 16E/ 6DS 21.341.5653.0 50 84 725 20E/ 6DS 21.341.3653.0 50
80 72 10E/ 7DS 21.331.5753.0 250 90.5 81 16E/ 7DS 21.341.5753.0 40 985 87 20E/ 7DS 21.341.3753.0 50
92 84 10E/ 8DS 21.331.5853.0 200 104 945 16E/ 8DS 21.341.5853.0 40 113 101.5 20E/ 8DS 21.341.3853.0 50
104 96 10E/ 9DS 21.331.6953.0 200 1175108 16E/ 9DS 21.341.5953.0 20 1275116  20E/ 9DS 21.341.3953.0 20
116 108 10E/10DS 21.331.6053.0 200 131 121.5 16E/10DS 21.341.6053.0 20 142 130.5 20E/10DS 21.341.4053.0 20
140 132 10EDS 21.331.6253.0 100 158 1485 16EDS 21.341.6253.0 20 171 159.5 20EDS 21.341.4253.0 20
VB16E/2 07.256.8227.0 50
30pol. VB9786 M 07.253.0027.0 10 30pol. VB16 E/M 07.256.8027.0 10
100 07.471.1380.0 50 100 07.472.1380.0 10 100 07.473.1380.0%*) 10

*I CSA does not require for 20 E, 20 EDS, 600 V ratings
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Marking accessories for
divisible terminal strips

EUROPA

Material:

White, roughened plastic, 0.8 mm thick
Permanent temperature up to 70 °C.

Special plates to mark the terminals of
clamping, solder and pluggable terminal strips
are available. They can be marked before

or after mounting or wiring of the terminals
by using special ink Pelikan No. 32 or felt-tip
pen “Feinmarker 23" by Faber Castell, or ink
pen “Foliograph” by Riepe Werk Hamburg.
Or they can be sealed with waterproof stamp
color Pelikan type 24.

We can also supply marked plates with
norma