
HBL3777

3.50"
(88.9)

2.17"
(55.1)

2.62"
(66.5)

 

90°

1.50"R
(38.0)

 .19"
(4.8)
 DIA.

HBL3767

3.50"
(88.9)

2.63"
(66.8)

2.19"
(55.6)

. 19"
(4.8)
 DIA.

90°

1.50"R
(38.0)

HBL3771

2.13"
(54.1)

2.69"
(68.3)

3.28"
(83.3)

2.44"
(62)

1.03"
(26.2)

HBL3763C

6.38"
(162.0)

2.59"
(65.8)

HBL3762C

 6.34"
(161.0)

 2.59"
(65.8)

 .63"
(16.0)
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Twist-Lock® Devices
50 Ampere, 250 Volts DC and 600 Volts AC
2 Pole, 3 Wire Grounding
Plugs, Flanged Inlets, Connector Bodies and Receptacles
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Plugs
Description  Cord Dia. Catalog Numbers

Nylon housing, thermoplastic .830"-1.100" HBL3763C 
polyester interior. (21.08-28.19)

Accessories on page B-60.

Flanged Inlets
Description  Catalog Numbers

Zinc plated steel casing, thermoplastic interior. HBL3777

Zinc plated steel casing, thermoplastic interior with lift cover. HBL3767 

 
 
 
 
 
 
 

Connector Bodies
Description Cord Dia. Catalog Numbers

Nylon housing, thermoplastic .830"-1.100" HBL3762C 
polyester interior. (21.08-28.19)

Accessories on page B-60.

Receptacles
Description  Catalog Numbers

Black melamine.  HBL3771

Accessories on page B-60.

Note: For Technical Information see page B-71.

50A 250V DC
50A 600V AC

50A 250V DC
50A 600V AC
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