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. THIS PART IS USED WITH:
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. CABLE STRIPPED LENGTH: 63.50 [2.500] MAX.
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. TEMPERATURE RATING: -40°C TO +134°C [-40°F TO +273°F]
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5. CABLE STRIPPED LENGTH: 63.50 [2.500] MAX.
 
4. CABLE SIZE: Ø.187 - Ø.300 
 
3. TEMPERATURE RATING:  -40°C TO +134°C [-40°F TO +273°F]
 
2. THIS PART IS USED WITH:
    COMPRESSION NUT, M902-2041
 
1. THIS PART IS USED ON
    HD1X-3-96X PLUG / RECEPTACLES
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