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6X HOLE FOR NO. 10 PAN HEAD SCREW
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4X dmm HEX DRIVE CAP SCREW.
WRENCH FURNISHED WITH PRODUCT

NOTES

1 — EXPLOSION PROOF — UNDERWRITERS LAB INC LISTED FOR HAZARDOUS LOCATIONS
NEMA 7, CLASS I, GROUPS C AND D, NEMA 9 CLASS II, GROUPS E, F, AND G

8X MOUNTING SCREW HOLE, 10—32 UNF THREADS X (.219) DEEP

— 8-32 UNC X (.219) TERMINAL SCREWS AND CUPWASHERS

— EUROPEAN HAZARDOUS LOCATIONS DESIGNATION:Ex d IIB + H2 T6 CATEGORY Il 2 G
— SEALING RATING : NEMA 1
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OPERATING FORCE — — 1/2 — 1 1/4 LB
RELEASE FORCE — — — — 1/4 LB MIN
PRETRAVEL — — — —— .219 MAX &
DIFFERENTIAL TRAVEL — — .007 MAX 1/4°
DO NOT OVERTRAVEL MORE THAN — — 90°
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