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NOTES

| - 8X MOUNTING SCREW HOLE 10-32 UNF THREAD X (.219) DEEP

2 - 3X 8-32 UNC X (.219) TERMINAL SCREWS AND CUPWASHERS

3 - EXPLOSION PROOF - UNDERWRITER'S LAB INC. LISTED FOR
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