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PREPARED BY:

THREE FLANGE DUAL PRIMARY 10VA PC BOARD POWER TRANSFORMER
A. Electrical Specifications (@ 25°C)

Maximum Power; 10VA
Primary Voltage and Frequency; 115/230VAC 50/60Hz
Secondary RMS rating: See tabulation in Table A
Voltage Regulation; 25% TYP @ full load to no load
Temperature Rise; 45°C TYP (60°C MAX)
Insulation Resistance;
100MQ MIN @ 500VDC, Pri to Sec, Pri to Core
100MQ MIN @ 500VDC. Sec to Core
7. Dielectric Withstand; 3750Vrms 1 minute @ Pri to Sec

1500Vrms 1 minute @ Pri to Core
1500Vrms 1 minute @ Sec to Core

B. Marking; TAMURA, MICROTRAN, part number (see sheet 2)
date code, country of origin, terminal number
and input and output ratings (see sheet 2)

MODEL NUMBER
PL10-XX~-1308|

EN61558—1, —2—6 e |\N7
CSA No. 66—1956 g
Safety cerificate file reference:
UL E138028, E79781, E92957
CSA 069222
TUvV (P.S.) 20650818
D. Mechanical Specifications:

C. Sdfety:
Conforms to construction requirement of:
UL1411
UL506 ®
o)
UL1446 = 8 <sp:® m

Fuse rating
Output (See tabulation)

(See tabulation)
Date code and country of origin
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31.75+0.38(1.250+0.015)

C. Poppe NOTE: Board washing is not recommended for these parts

ENGINEER: DWG CONTROL NO.|REV POWER

Mathi Pitchal ,c.ctmanmat 2ozt ons | E TRANSFORMER PL10—-XX-130B
SAFETY EROREER | conrenrs or e orawive ace| FAMIURA CORPORATION OF AMERICA|  MODEL_SPECIFICATION
B. Oconnel [2ridr NoTice 43352 ?gg'{‘)ES%g%AEﬁz%RC',VE' FEMECULA O 1923908624y mm(n] scL: 1/1 [sh 10oF 2
APPROVED:

Peter Brune

PROPRIETARY NOTICE: THIS DRAWING PRINT OR DOCUMENT AND SUBJECT MATTER DISCLOSED HEREIN ARE PROPRIETARY ITEMS TO WHICH TAMURA
RETAINS THE EXCLUSIVE RIGHT OF DISSEMINATION, REPRODUCTION, MANUFACTURE AND SALE. THIS DRAWING, PRINT OR DOCUMENT IS SUBMITTED IN
CONFIDENCE FOR CONSIDERATION BY THE RECIPIENT ALONE UNLESS PERMISSION FOR FURTHER DISCLOSURE IS EXPRESSLY GRANTED IN WRITING.




)
TAMNMUIRA
REV. Status

SEE SHEET 1
04/23/07 YS

E. Mounting Footprint;
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F. Schematic Diagram:
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SECONDARY QOUTPUT CONNECTIONS
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G. Table A:
PARALLEL CONNECTION| SERIES CONNECTION SERIES WITH CT SECONDARY
PART NO. OUTPUT | FUSE REQ'D
AC VOLTS |RMS AMPS|AC VOLTS |RMS AMPS| AC VOLTS |RMS AMPS EACH WINDING
PL10—10—130B 5.0 2.00 10.0 1.00 | 5.0-cT-5.0 | 1.00 2X5.0V T 1.00A
PL10—12—130B 6.3 1.60 12.6 0.80 |6.3-cT1-6.3 | 0.80 2X6.3V T 0.80A
PL10—16—130B 8.0 1.25 16.0 0.62 | 8.0-cT-8.0 | 0.62 2X8.0V T 0.63A
PL10—-20—130B | 10.0 1.00 20.0 0.50 [10.0-CT—10.0| 0.50 2X10.0v [ T 0.50A
PL10-24—130B | 12.0 0.84 24.0 0.42 [12.0-CT—12.0| o0.42 2X12.0v [ T 0.50A
PREPARED BY: | o 10_28—1308 | 14.0 0.72 28.0 0.36 [14.0-CT—14.0| o0.36 2X14.0V | T 0.40A
C. Poppe PL10-36-130B | 18.0 0.56 36.0 0.28 [18.0-cT-18.0] o0.28 2X18.0v | T 0.315A
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